meridium

AMS™ Analytics
V3.6.0.0.0






meridium

AMS™ Analytics
V3.6.0.0.0

Copyright © Meridium, Inc. 2014
All rights reserved. Printed in the U.S.A.

This software/documentation contains proprietary information of Meridium, Inc.; it is provided
under a license agreement containing restrictions on use and disclosure. All rights including
reproduction by photographic or electronic process and translation into other languages of this
material are fully reserved under copyright laws. Reproduction or use of this material in whole
or in part in any manner without written permission from Meridium, Inc. is strictly prohibited.

Meridium is a registered trademark of Meridium, Inc.
AMS is a registered trademark of Emerson Electric Co.

All trade names referenced are the service mark, trademark or registered trademark of the
respective manufacturer.






Table of Contents

ABOUT THIS DOCUMENT 1
BASICS 3
OVERVIEW OF AMS ANALYTICS 3
AMS ANALYTICS AND THE AMS SUITE 4
AMS ANALYTICS SYSTEM REQUIREMENTS 6
DATA STRUCTURE 9
OVERVIEW OF THE AMS ANALYTICS DATA STRUCTURE 9
AMS ANALYTICS DATA MODEL 11
ABOUT DATA COLLECTION 12
A Note About Time Data 14
ABOUT THE RELATIONSHIP BETWEEN EQUIPMENT AND FUNCTIONAL LOCATION RECORDS AND
AMS ASSET RECORDS 14
ABOUT AMS ASSET RECOMMENDATION RECORDS 15
ACCESSING AMS ANALYTICS 17
ACCESSING THE AMS ANALYTICS START PAGE 17
ASPECTS OF THE AMS ANALYTICS START PAGE 17
INSTALLATION, UPGRADE, AND CONFIGURATION 19
FIRST-TIME DEPLOYMENT WORKFLOW 19
UPGRADE WORKFLOW 21
UPGRADE WORKFLOW 21
UPGRADING AMS ANALYTICS FROM V3.5.1 70 V3.6.0.0.0 21
UPGRADING AMS ANALYTICS FROM V3.5.0 SP1 LP T0 V3.6.0.0.0 22
UPGRADING AMS ANALYTICS FROM V3.5.0 TOV3.6.0.0.0 22
UPGRADING AMS ANALYTICS FROM V3.4.5 T0V3.6.0.0.0 23
INSTALLATION, UPGRADE, AND CONFIGURATION STEPS 23
MERIDIUM APM WEB SERVICES 23




Meridium APM AMS Analytics V3.6.0.0.0

Installing Meridium APM Web Services 23
Upgrading Meridium APM Web Services 34
Upgrading Meridium APM Web Services From V3.5.0 or Later to
V3.6.0.0.0 34
Upgrading Meridium APM Web Services from V3.4.5 to V3.6.0.0.0 37
MODIFYING THE FILE MERIDIUM.CORE.SCHEDULING. SERVICE.EXE.CONFIG 47
AMS ANALYTICS SECURITY 47
MANAGING AMS ASSET DATA SOURCE RECORDS 49
Accessing the AMS Analytics Administration Page 49
Overview of the AMS Analytics Administration Page 50
Task Menus 51
Administration Tasks 51
Common Tasks 52
Working with AMS Asset Data Source Records 52
Creating AMS Asset Data Source Records 52
Modifying AMS Asset Data Source Records 56
Deleting AMS Asset Data Source Records 56
Testing Data Source Connections 58
Disabling Data Source Connections 58
SCHEDULING THE DATA COLLECTION PROCESS 59
LINKING AMS ASSET RECORDS TO EXISTING EQUIPMENT OR FUNCTIONAL RECORDS 60
ABOUT DEFINING THE CRITICALITY VALUE IN AMS ASSET RECORDS 61
CONFIGURING THE PRODUCT TO USE ORACLE-SPECIFIC QUERIES 62
USER INSTRUCTIONS 63
NAVIGATING AMS ANALYTICS 63
ABOUT NAVIGATING AMS ANALYTICS 63
THE TREE 63
About the Tree 63
Navigating the Tree 65
Shortcut Menu in the Tree 68
Viewing Information from a Different Data Source 68
THE NAVIGATION MENU 69
THE ASSOCIATED PAGES MENU IN AMS ANALYTICS 71
THE ASSOCIATED PAGES MENU IN THE RECORD MANAGER 71
AMS ANALYTICS - ASSETS PAGE 72
ACCESSING THE AMS ANALYTICS - ASSETS PAGE 72
ASPECTS OF THE AMS ANALYTICS - ASSETS PAGE 73

Vi



Table of Contents

ABOUT THE ASSETS QUERY 74
TASK MENUS 75

Common Tasks 75

Other Tasks 75
AMS ANALYTICS - ACTIVE ALERTS PAGE 76
ACCESSING THE AMS ANALYTICS - ACTIVE ALERTS PAGE 76
ASPECTS OF THE AMS ANALYTICS - ACTIVE ALERTS PAGE 77
ABOUT THE ACTIVE ALERTS QUERY 78
TASK MENUS 79

Common Tasks 79

Other Tasks 80
AMS ANALYTICS - EVENTS PAGE 80
ACCESSING THE AMS ANALYTICS - EVENTS PAGE 80
ASPECTS OF THE AMS ANALYTICS - EVENTS PAGE 81
ABOUT THE EVENTS QUERY 82
TASK MENUS 83

Common Tasks 83

Other Tasks 83
WORKING WITH AMS ASSET RECOMMENDATION RECORDS 84
ACCESSING A LIST OF AMS ASSET RECOMMENDATION RECORDS 84
ABOUT THE AVAILABLE RECOMMENDATIONS QUERY 85
CREATING AMS ASSET RECOMMENDATION RECORDS 86

GENERATING SAP NOTIFICATIONS FROM AMS ASSET RECOMMENDATION RECORDS 88

GENERATING ORACLE EBS EAM WORK REQUESTS FROM AMS ASSET RECOMMENDATION

RECORDS

CoMMON TASKS

VIEWING A SINGLE GRAPH

TASK MENUS

89

OVERVIEW OF THE AMS ANALYTICS - DASHBOARD PAGE 91
ACCESSING THE AMS ANALYTICS - DASHBOARD PAGE 91
ASPECTS OF THE AMS ANALYTICS - DASHBOARD PAGE 92
94

CHANGING THE GRAPH SELECTION 94
OVERVIEW OF THE AMS ANALYTICS - <ID> PAGE 95
95

ASPECTS OF THE AMS ANALYTICS - <ID> PAGE 96
97

Common Tasks 97

vii



Meridium APM AMS Analytics V3.6.0.0.0

Other Tasks 98
EXPORTING GRAPHS 98
OVERVIEW OF THE AMS ANALYTICS SUMMARY REPORTS PAGE 99
ACCESSING THE AMS ANALYTICS - SUMMARY REPORTS PAGE 99
ASPECTS OF THE AMS ANALYTICS - SUMMARY REPORTS PAGE 100
CoMMON TASKS MENU 101
OPENING CATALOG ITEMS FROM THE AMS ANALYTICS - SUMMARY REPORTS PAGE 101
OPENING AMS ASSET RECORDS FROM THE ACTIVE ALERT BREAKDOWN GRAPH 102
THE PLANT HEALTH REPORT 103
VIEWING DETAILED REPORTS 104
ABOUT VIEWING DETAILED REPORTS 104
OPENING DETAILED REPORTS 105
INTERPRETING QUERY COLORS 106
VIEWING A GRAPH'S UNDERLYING QUERY 107
OPENING RECORDS FROM QUERY RESULTS 108
REFERENCE INFORMATION 111
ASSOCIATED PAGES 111
AMS ASSET ASSOCIATED PAGES 111
AMS ASSET ALERT ASSOCIATED PAGES 111
AMS ASSET EVENT ASSOCIATED PAGES 112
CATALOG FOLDER STRUCTURE 112
ABOUT THE AMS ANALYTICS CATALOG FOLDER STRUCTURE 112
DASHBOARD FOLDER 113
DETAILED REPORTS FOLDER 114
GRAPHS FOLDER 116
QUERIES FOLDER 117
SUMMARY REPORTS 122
FAMILY FIELD DESCRIPTIONS 123
PROPERTIES OF AMS ASSET RECORDS 123
PROPERTIES OF AMS ASSET ALERT RECORDS 124
PROPERTIES OF AMS ASSET EVENT RECORDS 125
AMS ASSET FOLDER 126

viii



Table of Contents

FIELDS IN AMS ASSET RECOMMENDATION RECORDS 127
AMS ASSET DATA SOURCE 129
The AMS Asset Data Source Datasheet 129
Fields on the Web Service Details Tab 129
Fields on the Detailed Report Details Tab 133
Fields on the Intervals Tab 136
Fields on the Status Tab 137
TIME ZONE MAPPINGS 139
URLs 145
URL PATHS FOR AMS ANALYTICS FEATURES 145
ALERTS URLS 149
Parameters for the Alerts URL 149
Examples of the Alerts URL 150
ASSETS URLS 151
Parameters for the Assets URL 151
Examples of the Assets URL 151
DASHBOARD URLS 152
Parameters for the Dashboard URL 152
Examples of the Dashboard URL 153
DETAIL REPORT URLS 154
Parameters for the Detail Report URL 154
Examples of the Detail Report URL 154
EVENTS URLS 155
Parameters for the Events URL 155
Examples of the Events URL 155
GENERATE NOTIFICATION URLS 156
Parameters for the Generate Notification URL 156
Examples of the Generate Notification URL 156
RECOMMENDATIONS URLS 157
Parameters for the Recommendations URL 157
Examples of the Recommendations URL 157
GLOSSARY 158
AMS ANALYTICS DATA SOURCE 158
AMS SUITE 158
CMMS DATA SOURCE 159







About This Document

This file is provided so that you can easily print the AMS Analytics section of
the Meridium APM Help system. This document is not meant to be read
electronically using the PDF. If you want to read the documentation
electronically, you should use the Help system. This file is set up to facilitate
double-sided printing and includes blank pages between sections so that each
section will begin on an odd page and will be printed on the front of the page.

Because this file represents an excerpt from the Help system, parts of this
document may seem incomplete outside of the Help system itself. When you
read the documentation via the Help system, you will see links which serve as
cross-references to other areas of the documentation. These cross-references
are not available in this document.

To access the Meridium APM Help, in the Meridium APM Framework application,
click the Help menu, and then click Meridium APM Framework Help.






Basics

Overview of AMS Analytics

You can use the AMS™ Analytics module to view and analyze data that exists in
the following external data sources:

e AMS Analytics Data Sources: Consists of the following data sources:
= AMS Suite: Intelligent Device Manager
= AMS Suite: Machinery Health Manager
= AMS Suite: Equipment Performance Monitor
= AMS Suite: Equipment Performance Advisor

« CMMS Data Sources: Any other type of external data source, such as an
SAP system.

Using AMS Analytics, you can transfer data from AMS Analytics data sources
into the Meridium APM database. When the data is transferred, records in the
AMS Analytics data model are created automatically and populated with values
from the data source. You can also use AMS Analytics to view data that has
already been transferred to the Meridium APM database from an external CMMS
data source via an alternate method (e.g., the SAP Interfaces).

All of the AMS Analytics data sources listed above are components of the AMS
Suite and store information that is reported about equipment and locations,
such as alerts and events, to provide an indication of their overall health. By
incorporating them into your Meridium APM implementation, you can use the
tools in AMS Analytics to assess the overall health of equipment and locations in
your facility.

After data from the CMMS or AMS Analytics data source exists in the Meridium
APM database, you can use AMS Analytics to:

e View the data using queries, graphs, and reports.
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Determine the overall health of the equipment and locations in your
facility.

Identify problematic equipment and locations.
Create AMS Asset Recommendation records.

Generate SAP Notifications.

Note: The Criticality field in AMS Asset records is disabled and populated
automatically based upon the risk assessment for the Equipment or Functional
Location to which the AMS Asset records are linked. Because Asset Criticality
Analysis (ACA) is the only feature that allows you to define a risk assessment
for an Equipment or Functional Location record, the AMS Analytics
implementation assumes that you are also using ACA.

AMS Analytics and the AMS Suite

The AMS Suite consists of:

AMS Analytics data sources: Store information collected by external
applications. For each AMS Analytics data source, there is a
corresponding application that collects the data that is stored in that
data source. For example, the AMS Suite: Intelligent Device Manager
data source corresponds to an application by the same name. For the
purposes of this documentation, we refer to the data source and not the
application.

The AMS Analytics module: Lets you transfer data from AMS Analytics
data sources to Meridium APM so that you can view the data in one
location.

The following image shows how AMS Analytics data sources and CMMS data
source are related to the AMS™ Analytics module. The shaded images represent
the components of the AMS Suite.
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After integrating the AMS Suite into your Meridium APM solution, you can use
other Meridium APM modules to view and manipulate the data that has been
imported into AMS™ Analytics.
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AMS Analytics System Requirements

To implement the AMS Analytics module, your Meridium APM system must meet
the requirements of the basic architecture, and the AMS Analytics license must
be activated. In addition, you will need to deploy the following additional
machines and components:

e Meridium APM Web Server machine: Hosts the Meridium APM Web
Services software and a supporting instance of the Application Server. If
you choose to implement AMS Analytics within your system, we
recommend using a configuration in which the Web Server exists on a
machine that is separate from the Meridium APM Application Server
(dedicated).

Meridium APM Web Services requires the components listed in the
following table.

Behavior of
Software Name Where You Can Meridium APM
and Version Obtain It Server and Add-
ons Installer

Required?

If this is not
Microsoft.net 3.5 Microsoft Yes found, the
SP1 installer will

close.

If this is not
found, the
ReportViewer2008 | Microsoft Yes installer will
install it
automatically.

. Microsoft or If this Is not
Micorosft WSE 3.0 Meridium APM Yes found, the

Runtime 3rd party DVD. installer will
close.

If this is not
Windows 2008R2 . found, the

Microsoft Yes . .
or newer installer will
close.

If this is not
Internet Explorer . found, the
8,9, 10, or 11 Microsoft Yes installer will
close.
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Behavior of
Software Name Where You Can . Meridium APM
. : Required?
and Version Obtain It Server and Add-
ons Installer
If this is not
found, an error
IIS 7.0 or later Microsoft Yes message will
appear, and the
installer will
close.
If this is not
11S 6 WMI . found, the
Compatibility Microsoft ves installer will
close.
Microsoft
Internet
MSXML 3.0 E’r‘]?"?re_r' o
MSXML3 Exception | (S 1S Installed 1 yqq None
INE automatically
with Internet
Explorer 6.0 and
later.
Visual C++ 8.0
CRT (x86) WinSXS
MSM
Visual C++ 8.0
MFC (x86) WinSXS
MSM
Visual C++ 100 |f thls |s not
CRT (x86) found, the
Meridium APM Yes installer will
Visual C++ 9.0 install it
CRT (x86) WinSXS automatically.
MSM
Visual C++ 10.0
ATL (x64)
Visual C++ 9.0
ATL (x86) WiInSXS
MSM
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If you are using a virtual machine (VM) to host your Meridium APM Web
Server, we recommend that:

e You increase the physical server CPU and hard drive space
requirements by 20% to ensure that the application will perform
equivalently in a virtualized environment.

e You double the physical server memory requirements.

e Each VM have its own dedicated processor cores and memory
allocation to ensure appropriate performance.

Meridium, Inc. supports Hyper-V and VMWare platforms.

These requirements may not be sufficient, depending upon how your
system is configured. Parameters that affect the hardware requirements
include the number of users, modules purchased, database size, and
other factors that can vary from one customer to another. For help
refining your specific system requirements, consult a member of the
Meridium Inc. Global Support Services or Professional Services
department.

AMS Machinery Health Manager, which is a third-party component and
exceeds the scope of this documentation.

AMS Device Manager, which is a third-party component and exceeds the
scope of this documentation.

Click here for a directory to the configuration steps that you will need to
perform specifically for AMS Analytics.

The following illustration shows how the Meridium APM Web Server connects to
the basic Meridium APM system architecture and the third-party machines.
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Meridium APM
Framework
Workstations
External Data
Source \
SQL Server >
Report Server ‘

nb.:llrer;dsium APM Database Server Meridium APM

eb Services : » e

Server CBI'ILHFI,I"I: 5:; r;'lhga;:lum Appllcatl?n Server
(Dedicated)

Contains the Meridium
APM Web Services
software and a supporting
instance ofthe Meridium
APM Application Server

Note: While this image depicts only a single, dedicated Meridium APM
Application Server, keep in mind that your implementation may contain one or
more of these machines. The purpose of this image is to depict the interaction
of the Meridium APM Web Server with the basic Meridium APM components and
the third-party machines.

Data Structure

Overview of the AMS Analytics Data Structure

AMS Analytics leverages the fundamental Meridium APM entity and relationship
family infrastructure for storing data that you transfer from an AMS Analytics
data source to the Meridium APM database. AMS Asset Data Source records are
used to store connection information that the Meridium APM system uses to
access an AMS Analytics data source and then create records that correspond to
the records that exist in the AMS Analytics data source. When data is
transferred to the Meridium APM database from an AMS Analytics data source,
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one or more records in the following families will be created, depending up on
the data that exist in the AMS Analytics data source:

AMS Asset

AMS Asset Alert

AMS Asset Event

e AMS Asset Folder

Note: If a corresponding record does not exist in the AMS Analytics data source,
a record in that family will not be created in the Meridium APM database.

Each record that is created stores the values that exist in the corresponding
entities in the AMS Analytics data source. This documentation assumes that you
are familiar with the data that is stored in the AMS Analytics data sources.

When the records are created in the Meridium APM database from data in an
AMS Analytics data source, links are created between AMS Asset records and
the related AMS Asset Alert, AMS Asset Event, and AMS Asset Folder records.

For example, the following image shows and example of the record hierarchy
as it appears in the Record Manager when you open an AMS Asset record. In the
image, you can see that:

e The AMS Asset record appears at the root level.

« Below the root record, all the related records appear, as indicated by
the + (plus) sign to the left of the family name.

e The AMS Asset Data Source record is linked to the AMS Asset record and
stores the connection information that the Meridium APM system uses to
connect to the AMS Analytics data source from which the data in the
linked records originates.

10



Basics

Record Explorer

SRRl R SG-2300 (AMS Asset)

- AMS Asset Alert

e 2% 2008-03-30 18:59:00 - DEMOPLAMTEHRSG_230% - True
AMS Assel Data Source

- 2% AMS Analvtics Daka Source
AMS Asset Event

- ? 2008-01-01 19:00:00 - DEMOPLANTEHRSG_230%
AMS Asset Folder

- % South Seas Plant

H.."‘.'l-. H.."‘.'lr. H.."‘.'lr. =+

Related Families Displayed

When you are working with records in AMS Analytics, it is helpful to visualize
the data model illustration.

AMS Analytics Data Model

The following diagram illustrates the families that participate in the AMS
Analytics data model. The shaded boxes represent entity families, and the
arrows represent relationship families. You can determine the direction of each
relationship definition from the direction of the arrow head: the box to the left
of each arrow head is the predecessor in that relationship definition, and the
box to the right of each arrow head is the successor in that relationship
definition. For example, you can see that AMS Asset Alert records are linked to
AMS Asset Recommendation records through the Has Recommendations
relationship, where the AMS Asset Alert family is the predecessor.

11
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AMS Asset Data Source

/ AMS Asset Alert
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Has Tag Data Source ﬁ@%
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N AMS Asset

AMS Asset Folder \ Recommendation

AMS Asset Event HHas Reu;ummendﬂnbn}—T

Notice that in addition to the families described in the overview of the data
model section, the following additional families are included in the AMS
Analytics data model illustration:

e Equipment and Functional Location

e AMS Asset Recommendation

About Data Collection

Before you can begin working with data in AMS Analytics, that data must first
be collected from an external data source and transferred to the Meridium APM
database. An AMS Analytics data source is a repository of data that is stored in
a format that can be accessed by the Meridium APM system. For example, AMS
Device Manager is an AMS Analytics data source that is external to the Meridium
APM database and whose data can be transferred to Meridium APM. Using AMS
Analytics, you can collect data from multiple AMS Analytics data sources and
transfer it to the Meridium APM database.

12
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To collect data from an AMS Analytics data source and transfer it to the
Meridium APM database, an administrative user must complete administrative
tasks that are required for data collection, which includes creating:

e One AMS Asset Data Source record per AMS Analytics data source whose
data you want to transfer to Meridium APM.

e A scheduled item in the Meridium APM Schedule Manager that specifies
the schedule on which data should be transferred from all AMS Analytics
data sources to Meridium APM.

AMS Asset Data Source records store the connection information that the
Meridium APM system uses to connect to AMS Analytics data sources. When the
scheduled item is executed, data is transferred from the specified AMS
Analytics data sources to the Meridium APM database, and the following actions
are executed automatically:

e Records are created in the following families, using data that exists in
corresponding entities in the AMS Analytics data sources:

= AMS Asset Folder
=  AMS Asset

= AMS Asset Alert

= AMS Asset Event

« In all AMS Asset Data Source records, the fields on the Status tab are
populated with the date and time that the data was retrieved from the
AMS Analytics data source as well as the status of the data collection
process itself.

Each time data is collected from AMS Analytics data sources, any new records
that need to be created will be created, and any data that needs to be updated
in existing records will be updated. For example, if you collect data on a daily
basis, if you run the Active Alerts query on Monday, you may see 35 AMS Asset
Alert records. However, if an AMS Asset Alert record is later set to inactive in
the AMS Analytics data source, then when you run the Active Alerts query again
on Tuesday, 34 AMS Asset Alert records will appear because one of the existing
AMS Asset Alert records was updated to reflect its inactive status.

13
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If you decide that you no longer want to collect data from an AMS Analytics
data source, you can delete the corresponding AMS Asset Data Source record.
After you do so, data will no longer be collected from that data source. The
AMS Asset and AMS Asset Folder records that were previously transferred to the
Meridium APM database from that data source, however, will still exist in the
Meridium APM database. Additionally, if an AMS Asset Folder record is re-
named in the AMS Analytics data source, the records that were linked to the
AMS Asset Folder record with the previous name will not be linked to the AMS
Asset Folder record with the new name. If desired, you can delete from the
Meridium APM database records that were associated with a deleted AMS Asset
Data Source record or an AMS Asset Folder record that was renamed. You can
do so via the AMS Asset datasource Cleanup strategy rule.

A Note About Time Data

When the data collection, time information will be converted to match the
time zone of the Meridium APM Application Server on which the data collection
process occurred at the time that the data collection process occurred. This
time zone may be different from the time zone of the AMS data source. The
converted time is stored within the Meridium APM record in the Meridium APM
database. When you access the following pages, the current time zone of the
Meridium APM Application Server to which you are currently connected will be
displayed in the Date/Time column.

e AMS Analytics - Active Alerts

e AMS Analytics - Events

About The Relationship Between Equipment and
Functional Location Records and AMS Asset Records

In order to use AMS Analytics, your database must contain records that
represent the equipment and locations in your facility, and each of those
records must be linked to its corresponding AMS Asset record. In the baseline
Meridium APM database, the Equipment and Functional Location families are
related to the AMS Asset family through the Has Tag relationship.

The following image shows an example of the record hierarchy in the Record
Explorer pane, where a record in the baseline Equipment family is linked to a
record in the AMS Asset family. The AMS Asset record appears at the root level,
and a red outline has been added to the image to highlight the Equipment
record.

14
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Record Explarer

Sl aching 14 (AMS Asset)
----- *y BM3 Bssek Alert

----- #3 AMS Asset Daka Source

-2 AMSI Asset Event

----- :: AM3S Asset Recommendation
Eﬂ---:: AMS Assek Folder

P i
~oe EqQuipment

4+ ~ Machine 14 ~ Equipment 14 |
& . .
----- *s Functional Location

All Families Displayed

About AMS Asset Recommendation Records

AMS Asset Recommendation records exist only in the Meridium APM database
(i.e., there is no corresponding entity in an AMS Analytics data source) and are
used to store information about recommendations for actions that should be
taken, based upon the data that was transferred to the Meridium APM system.
You can create an AMS Asset Recommendation record via a link on the
Associated Pages menu when you are viewing an AMS Asset Alert or AMS Asset
Event record in the Record Manager. While records in the AMS Asset family can
be linked to records in the AMS Asset Recommendation family, the link can be
created only manually via the record hierarchy.

The following image shows an example of the record hierarchy in the Record
Explorer pane, where a record in the AMS Asset Alert family is linked to a
record in the AMS Asset Recommendation family. The AMS Asset Alert record
appears at the root level, and a red outline has been added to the image to
highlight the AMS Asset Recommendation record.

15
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Record Explarer

Sl (03-03-30 13:59:00 - DEMOPLANTCST _180 - True (AMS Asset Alert)
+- e BMS Asset

Ll
E|---:: AM3 Assek Recommendation

#-|a® REC-983

Related Families Displayed

The links between AMS Asset Recommendation records and AMS Asset Event or
AMS Asset Alert records are created automatically when you create a new AMS
Asset Recommendation record as long as the following conditions are met:

e The AMS Asset Alert record is linked to an AMS Asset record that is
linked to a record in the Equipment or Functional family.

e« The AMS Asset Event record is linked to an AMS Asset record that is
linked to a record in the Equipment or Functional family.

Additionally, when you create an AMS Asset Recommendation record, you can
also create a Notification in SAP. If you create a Notification in SAP, that
Notification will be associated with the Equipment or Functional Location that
exists in SAP and corresponds to the Equipment or Functional record to which
the AMS Asset record is linked.

When you are working with records in AMS Analytics, it is helpful to visualize
the data model illustration.

16
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Accessing AMS Analytics

Accessing the AMS Analytics Start Page

The AMS Analytics Start Page provides a starting point from which you can
access the features in AMS Analytics. You can use this page to navigate to
features in the AMS Analytics module.

To access the AMS Analytics Start Page:

e On the Meridium APM Framework main menu, click Go To, point to APM
Foundation, and then click AMS Analytics.

The AMS Analytics Start Page appears.

® Query~ [ Report~ ff Graph - %% Dataset~ BH Dashboard -
¥ p P

meridium

) View AMS Assets

- A tabular view of assets and summary level information.

View Asset Alerts

A tabular view of active alerts.

View Asset Events
A tabular view of event information.

b View Asset Recommendations

Create and view asset recommendation details.

View Dashboard
A multi-report view of AMS Analytics information.

=]| View Summary Reports
=4 nreports highlighting the condition of assets.

Specify Administration Settings

Configure and monitor AMS Suite conne ctions.

Aspects of the AMS Analytics Start Page

The AMS Analytics Start Page displays the following links that provide access
to AMS Analytics features:

17
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e View AMS Assets: Displays the AMS Analytics - Assets page, where you
can view a summary of existing AMS Asset records by the AMS Analytics
data source in which they originated.

o View Asset Alerts: Displays the AMS Analytics - Active Alerts page,
where you can view a summary of existing AMS Asset Alert records by
the AMS Analytics data source in which they originated.

e View Asset Events: Displays the AMS Analytics - Events page, where
you can view a summary of existing AMS Asset Event records by the AMS
Analytics data source in which they originated.

« View Asset Recommendations: Displays the Recommendation
Management page, where you can view a list of existing AMS Asset
Recommendation records and create new ones.

e View Dashboard: Displays the AMS Analytics - Dashboard page, where
you can view graphs that display various information in AMS Asset, AMS
Asset Alert, and AMS Asset Event records by the AMS Analytics data
source in which they originate.

e View Summary Reports: Displays the AMS Analytics - Summary Reports
page, where you can view a list of Catalog items that summarize various
information for AMS Asset, AMS Asset Alert, and AMS Asset Event records.

o Specify Administration Settings: Displays the AMS Analytics
Administration page, where you can view and manage AMS Asset Data
Source records. This link appears only if you are logged in as a Super
User or a member of the MI AMS Suite APM Administrator Security Group.

18
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Configuration

First-Time Deployment Workflow

Deploying and configuring AMS Analytics for the first time includes completing

multiple steps, which are outlined in the table in this topic. The steps in this

section of the documentation provide all the information that you need to

deploy and configure AMS Analytics on top of the basic Meridium APM system

architecture.

Whether a step is required or optional is indicated in the Required/Optional

cell. Steps are marked as Required if you must perform the step to take

advantage of AMS Analytics functionality.

The person responsible for completing each task may vary within your
organization. We recommend, however, that the steps be performed in

relatively the same order in which they are listed in the following table.

Install Meridium APM Web Services on the
Meridium APM Web Server.

Required/Optional

Required

Notes

None

Modify the file
2 Meridium.Core.Scheduling.Service.exe.config
on the Meridium APM Application Server.

Required

None

Restart the Meridium APM Schedule Service
on the Meridium APM Application Server.

Required

None

Assign Security Users to one or more of the
AMS Analytics Security Groups.

Required

None
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Required/Optional

If you will
collect data
from AMS
Analytics
data sources
using
message
Create one AMS Asset Data Source record per queues, you
5 AMS Analytics data source whose data you Required will need to
want to transfer to Meridium APM. select the
Use Message
Queuing
check box in
the AMS
Analytics
Data Source
record.

Test the connection to each AMS Analytics

data source. Required None

Create a scheduled item via the Meridium
7 APM Schedule Manager that will execute the Required None
data collection process.

This task
cannot be
Link each AMS Asset record to the Equipment completed

or Functional record that represents the Required until data has
piece of equipment or location for which the been

AMS Asset record exists. transferred to
the Meridium
APM system.

This task
cannot be
completed
Define the Criticality field in the AMS Asset . until data has
Required
records. been
transferred to
the Meridium
APM system.
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Configure AMS Analytics to use Oracle-

10 o .
specific queries.

Required/Optional

Optional

This task is
necessary
only if you
are using an
Oracle
Meridium APM
database. If
you are using
a SQL Server
database, the
baseline
gueries will
work without
any manual
configuration.

Upgrade Workflow

Upgrade Workflow

You can upgrade to V3.6.0.0.0 using the instructions that are provided in this
section of the documentation. To access these instructions, click the starting

version from which you are upgrading:
e V3.5.1

V3.5.0 SP1 LP

e V3.5.0

V3.4.5

Upgrading AMS Analytics From V3.5.1 to V3.6.0.0.0

The following table lists the steps that are required to upgrade and configure
AMS Analytics for V3.6.0.0.0. These steps assume that you have completed the
steps for upgrading the basic Meridium APM system architecture.
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Required/Optional

Upgrade Meridium APM Web Services on the
Meridium APM Web Server.

Modify the file
2 Meridium.Core.Scheduling.Service.exe.config | Required None
on the Meridium APM Application Server.

Required None

Restart the Meridium APM Scheduling Service

on the Meridium APM Application Server. Required None

Upgrading AMS Analytics From V3.5.0 SP1 LP to
V3.6.0.0.0

The following table lists the steps that are required to upgrade and configure
AMS Analytics for V3.6.0.0.0. These steps assume that you have completed the
steps for upgrading the basic Meridium APM system architecture.

Required/Optional Notes

Upgrade Meridium APM Web Services on the
Meridium APM Web Server.

Modify the file
2 Meridium.Core.Scheduling.Service.exe.config | Required None
on the Meridium APM Application Server.

Required None

Restart the Meridium APM Scheduling Service

on the Meridium APM Application Server. Required None

Upgrading AMS Analytics From V3.5.0 to V3.6.0.0.0

The following table lists the steps that are required to upgrade and configure
AMS Analytics for V3.6.0.0.0. These steps assume that you have completed the
steps for upgrading the basic Meridium APM system architecture.

Required/Optional  Notes

1 Upgrade Meridium APM Web Services on the Required None
Meridium APM Web Server. q
Modify the file
2 Meridium.Core.Scheduling.Service.exe.config | Required None
on the Meridium APM Application Server.
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Required/Optional Notes

Restart the Meridium APM Scheduling Service

on the Meridium APM Application Server. Required None

Upgrading AMS Analytics From V3.4.5 to V3.6.0.0.0

The following table lists the steps that are required to upgrade and configure
AMS Analytics for V3.6.0.0.0. These steps assume that you have completed the
steps for upgrading the basic Meridium APM system architecture.

Required/Optional  Notes

Upgrade Meridium APM Web Services on the
Meridium APM Web Server.

Modify the file
2 Meridium.Core.Scheduling.Service.exe.config | Required None
on the Meridium APM Application Server.

Required None

Restart the Meridium APM Scheduling Service

on the Meridium APM Application Server. Required None

Installation, Upgrade, and Configuration
Steps

Meridium APM Web Services

Installing Meridium APM Web Services

The following instructions explain how to install the Meridium APM Web
Services and a supporting instance of the Meridium APM Application Server on
the Meridium APM Web Server machine. These instructions assume:

e Your system meetings the system requirements for AMS Analytics.

e You are an Administrator with full access to the Meridium APM Web
Server machine.

23



Meridium APM AMS Analytics V3.6.0.0.0

e You want to install only the Meridium APM Web Services software.

To install Meridium APM Web Services on a Meridium APM Web Server
machine:

1. On the machine where you want to install Meridium APM Web Services,
insert the Meridium APM Distribution DVD, and navigate to the folder
General Release\Meridium APM Framework and Server
Setup\Setup\Meridium APM Server and Add-ons.

2. Double-click the files setup.exe.

The Meridium APM Server and Add-ons installer appears, displaying the
Preparing Setup screen, which contains a progress bar.

Meridium APM Server and Add-ons - InstallShield Wizard =] |
Prepanng Setup '

Pleaze wait while the [nstallShield Wizard prepares the setup.

keridium APM Server and Add-ong Setup iz preparning the [nstallS hield wizard, which will guide
wou through the rest of the setup process. Please wait,

| mztalls hield

Caricel

After the progress bar reaches the end, the Welcome screen appears.
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Meridium APM Server and Add-ons - InstallShield Wizard |

Welcome to the InstallShield Wizard fFor
Mendium APM Server and Add-ons

The InstallShigld Wizard will ingtall Merdium AP Server
and Add-onz on vour computer. To continue, chick Mest,

¢ Back | M et > I Cancel

3. Click the Next button.

The License Agreement screen appears.
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Meridium APM Server and Add-ons - InstallShield Wizard

License Agreement 0
Pleaze read the following license agreement carefully. l ,

EMD-USER LICEMSE AGREEMENT FOR MERIDIUM SOFTWARE -
IMPORTANT - READ CAREFULLY

Thiz program containg material that iz proprietan and confidential to Mendium, [nc. and iz
protected by coperight law and international treaties. Use of thiz program iz limited and
restricted by the terms of a license agreement with Mernidium, Ine. This program may not be
copied or distibuted except az specifizally permitted in the licenze agreement. Any
unauthonized ugze, reproduction or diztnbution of this program can result in severe civil or
criminal penalties and will be progecuted to the masinmum extent possible. vou may not

alter, remove or destrop any copenight notice or confidential, proprietary, secret or ather

gimilar leqend: placed on ar with Mernidium products. ;I

™ | accept the terms of the license agreement Frirt |

= | do not accept the terms of the license agreement

| mztalls hield

¢ Back | = I Caricel |

4. Read the entire license agreement, and then select one of the following
options:

e | accept the terms of the license agreement, if you agree to the
terms of the license agreement and want to continue. These
instructions assume that you want to continue.

e | do not accept the terms of the license agreement. This option
is selected by default. If you do not agree to the terms of the
license agreement and do not want to continue, click the Cancel
button to exit the installer.

The Next button becomes enabled.
Hint: If you want to print the license agreement, click the Print button.
5. Click the Next button.

The Select Installation Location screen appears, prompting you to
select the location where the Meridium APM Web Services software will
be installed. By default, the Meridium APM Web Services software will
be saved to the following folder: C\Program Files\Meridium.
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Meridium APM Server and Add-ons - InstallShield Wizard

Select Installation Location

G Inztall M endium APk Server and Add-ons ba:

C:%Program Filezhk eridium Change... |

[ztallEhield

¢ Back I Mext > I Cancel

6. If you are satisfied with the default location where the software will be
installed, click the Next button.

_Or_

If you want to change the location where the software will be installed,
click the Change button, and navigate to the location where you want
to install the Meridium APM Web Services software. The folder path that
you select will be displayed in place of the default folder path. When
you are satisfied with the installation location, click the Next button.

The Select the features you want to install screen appears, and the
Meridium APM Application Server node is highlighted automatically in
the tree.
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Meridium APM Server and Add-ons - InstallShield Wizard

Select the features you want to install &

SR 1 =ridiurm APM Application S erver ~ Descriptian
-] Configuration M anager Inztalls the APM .-'-‘-.p!:nlin::atin:nn
[ Meridium APM Adapter for S5RS Designe Server c"”dt thprM':'}E”t )
~[IMeridium APM Adapter for SERS E‘f‘;t“apb'ja’;i”jﬁ Hiadle hﬂlaargzg;’ g
=] Mernidium AP Sync Services with Dperator Data Source Manager,
-] Default Language [Englizh) Schedule Manager, URL
-] Chinese|Simplified] Manager. Dptionally installz
] Duteh EDHfIgurﬁ'{an b anager, if
[ French - pre-requigites are inztalled.
J il

2593 MB of zpace required on the C drive
16419.16 MEB of space avalable on the C dive

IrmstallEhield

¢ Back | M et = I Cancel

7. Select the Meridium APM Application Server check box.

The subnodes are selected automatically.

=B I erdium AP Application Sermer

--[w] Canfiguration Manager

- [w] Mendium APM Adapter for S5RS Designe
-] Merdium &FM Adapter for 55RS

=[] Mendium &P Sync Services with Operator
-] Default Language [Englizh)

-] Chinese(Simplified)

[ Dutch

[ 1French i
1| | 3

8. Clear the Configuration Manager check box. Keep in mind that you can
run this installer again and install the Configuration Manager at a later
time.

9. Clear the Meridium APM Adapter for SSRS Designer check box. Keep in
mind that you can run this installer again and install the Configuration
Manager at a later time.
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10. Scroll down in the list of available components, and select the Meridium
APM Web Services check box.

IMPORTANT: While additional options are available for selection in the tree on
the Select the features you want to install screen, these optoins are not meant
to be installed on the Meridium APM Web Server machine. These instructions
assume that you want to deploy only the Meridium APM Web Services software
and a supporting instance of the Meridium APM Application Server. When the
Meridium APM Application Server software is installed, the Meridium APM
System Administration Tool and the following APM Framework applications are
also installed automatically: APM Framework, Database Upgrade Manager, Data
Source Manager, Schedule Manager, and URL Manager. Corresponding options
for these applications are not listed in the tree because these components
must be installed with the Meridium APM Application Server software. You can
optionally install the Configuration Manager and the APM Framework adapter,
Meridium APM Adapter for SSRS Designer.

11. Click the Next button.

A message appears, indicating that the installer is checking your
machine for the required prerequisites for the features that you want to
install.

« If one or more prerequisites are missing on the machine, the
Meridium Installer screen will appear and display a message that
indicates which prerequisites still need to be installed on the
machine before you can install the feature that is dependent on
that prerequisite. This message also indicates what you can do to
continue.

If you see this screen, you should read the message in detail, and
either click the Back button to clear the selection whose
prerequisites are missing, and then continue through the
installation without installing that component, or close the
installer, install the missing prerequisite, and then run the
installer again later.

« If all the prerequisites for the selected components are installed
on the machine, or you have selected components that do not
require any prerequisites, the Select ZIP File Location screen
appears.
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Meridium APM Server and Add-ons - Installshield Wizard
Select ZIP File Location

Select the folder where the Z1P file will be inztalled.

Thiz ZIP file will be uszed by the D'atabaze Camparizan Ltility. Select the folder where this file
will be ingtalled. The content of the file will be extracted automatically by the Databaze
Comparizon Utility bo the zame location in which it wagz installed. The zize of the extracted file

content will vary depending upon your current databaze verzion and can be between 300ME
and 3AGE.

|' [restination Folder

C:\MendiumsDblUpg Browse... |

|rstallShield

¢ Back I Mext > I Cancel |

The Select ZIP File Location screen lets you specify the location
where you want the ZIP file of database content to be installed.
This ZIP file is used by the Database Comparison Utility. By
default, the ZIP file will be installed in the folder
C:\Meridium\DbUpg. You can, however, select a different
location.

12. Read the information on this screen and note the estimated size of the

extracted files from this ZIP file. You should use this information to
determine where you want install the ZIP file.

13. If you want the ZIP file to be installed in the default location, accept

14.

the default setting.
_Or_

If you want the ZIP file to be installed in a different location, click the
Browse button, and navigate to the location where you want the ZIP file
to be installed. The selected file path will appear in the Destination
Folder section in place of the default file path.

Click the Next button.

The Websites screen appears.
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15.

16.

Meridium APM Server and Add-ons - Installshield Wizard
Wwebsites

Lizt af websites an thiz machine.

Setup muzt create a wirtual directon for Mendium, Select a website fram the fallawing lizk for
kderidium's wirtual directon.

Default 'weh Site |

[ratallShield

< Back et > | Cancel I

The Websites screen lets you specify where the installer will create a
virtual directory for Meridium APM. This website is configured in the IIS
Manager on the APM Application Server machine. The websites list
contains all the websites that are configured on the APM Application
Server machine. The default website is Default Web Site. Throughout
this documentation, we assume that you have chosen to install Meridium
APM under the Default Web Site.

In the list of websites, select the website where you want the installer
to create a virtual directory.

Click the Next button.

The Complete the Installation screen appears.
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Meridium APM Server and Add-ons - Installshield Wizard

Complete the Installation

Click. the Inztall Buttan ta continue.

IF pou want ko review ar change any of your installation settings, click the Back button.  Chick
the Cancel button o exit the wizard.

[ratalls hield

< Back | [rztall I Cancel

The Complete the Installation screen contains a message, indicating
that if you want to modify any of the settings that you specified in the
preceding screens in the installer, you can use the Back button to do so,
or if you do not want to complete the installation, you can click Cancel.
These instructions assume that you are ready to complete the
installation process.

17. Click the Install button.

The Setup Status screen appears, which displays a progress bar that
shows the progress of the installation process.
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Meridium APM Server and Add-ons - Installshield Wizard
Setup Status

The InstallShield wWizard iz inztalling Mendium &Pk Server and Add-ons

Inztalling

C:AProgram Filezendium'5 15k anagement. chm

[

|metallShield

Caricel

After the progress bar reaches the end, a message appears, indicating
that your server is being configured. After your server is configured, the
Installation is Complete screen appears.

Meridium APM Server and Add-ons - Installshield Wizard

Inztallation iz Complete

t eridium APk Server and Add-ons have been installed
succeszsfully, Click the Finizh button to close this window,

¥ Launch &P System Administration now.

¢ Back | Finizh I Carzel
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This screen contains a message, indicating that the software has been
installed successfully. You can also select to optionally launch the APM
System Administration tool when the installer window closes. By default,
this option is set to Yes.

18. Clear the Launch APM System Administration now check box, and click
the Finish button.

The Meridium APM Server and Add-ons installer closes.

Upgrading Meridium APM Web Services
Upgrading Meridium APM Web Services From V3.5.0 or Later to V3.6.0.0.0

The following instructions provide details on upgrading the Meridium APM Web
Services software from V3.5.0, V3.5.0 SP1 LP, or V3.5.1. These instructions
assume:

o That you are an Administrator with full access to the Meridium APM Web
Server machine.

e You understand that when you upgrade the Meridium APM Web Services
software, you are also upgrading the supporting instance of the Meridium
APM Application Server on that machine (with APM Framework
applications), and that when this happens only the files that were
updated for V3.6.0.0.0 are replaced on the machine.

To upgrade Meridium APM Web Services:

1. On the Meridium APM Web Server machine, insert the Meridium APM
DVD, and navigate to the folder General Release\Meridium APM
Framework and Server Setup\Setup\Meridium APM Server and Add-
ons.

2. Double-click the file Setup.exe.

A message appears, asking if you want to allow setup.exe to make
changes to your machine.

3. Click the Yes button.
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The Meridium APM Server and Add-ons installer appears, displaying the
Preparing Setup screen. The Preparing Setup screen contains a
progress bar that indicates when the installer is ready to upgrade
components on your machine.

Meridiun APM Server and Add-ons - InstallShield Wizard [_ D] |
Preparing Setup '

Fleaze wait while the |nstallShield \Wizard prepares the setup.

Meridium AP Server and Add-onz Setup iz prepanng the [nstallShield ‘wizard, which will guide
youl through the rest of the zetup proceszs. Fleaze wait.

[ rztalls hield

Canicel

After the progress bar reaches the end, a message appears, asking if you
want to upgrade your server.

4. Click the Yes button.

The Setup Status screen appears, displaying a progress bar that
indicates the status of the upgrade process.
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Meridium APM Server and Add-ons - Installshield Wizard

Setup Status

The InstallShield wWizard iz inztalling Mendium &Pk Server and Add-ons

Inztalling

C:AProgram Filezendium'5 15k anagement. chm

[

|metallShield

Caricel

After the progress bar reaches the end, the Maintenance Complete
screen appears.

Meridium APM Server and Add-ons - Installshield Wizard

Maintenance Complete

InstallShield \Wizard has finished performing maintenance
aperation: o Merndium APM Server and Add-ans.

¥ Launch AP System Administration now.

¢ Back | Finizh I Carzel
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This screen contains a message, indicating that the software has been
installed successfully. You can also select to optionally launch the APM
System Administration tool when the installer window closes. By default,
this option is set to Yes.

Clear the Launch APM System Administration now check box, and click
the Finish button.

The Meridium APM Server and Add-ons installer closes.

Upgrading Meridium APM Web Services from V3.4.5 to V3.6.0.0.0

The following instructions provide details on upgrading the Meridium APM Web
Services software. These instructions assume:

That you are an Administrator with full access to the Meridium APM Web
Server machine.

You understand that when you upgrade the Meridium APM Web Services
software, the older version will be uninstalled automatically before the
new version is installed.

To upgrade Meridium APM Web Services:

1. On the Meridium APM Web Server machine, insert the Meridium APM

DVD, and navigate to the folder General Release\Meridium APM
Framework and Server Setup\Setup\Meridium APM Server and Add-
ons.

Double-click the file Setup.exe.

A message appears, asking if you want to allow setup.exe to make
changes to your machine.

Click the Yes button.

The Meridium APM Server and Add-ons installer appears, displaying the
Preparing Setup screen. The Preparing Setup screen contains a
progress bar that indicates when the installer is ready to upgrade
components on your machine.
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Meridium APM Server and Add-ons - InstallShield Wizard
Preparing Setup
Fleaze wait while the |nstallShield ‘\wWizard prepares the setup.

Meridium AP Server and Add-onz Setup iz preparing the [nstallShield ‘wizard, which will guide
yaul through the rest of the zetup proceszs. Pleaze wait.

[ ztallSheld

Carnicel

After the progress bar reaches the end, the Welcome screen appears.

Meridium APM Server and Add-ons - InstallShield Wizard |

Welcome to the InstallShield Wizard fFor
M eridium APM Server and Add-ons

The InstallShield Wizard will ingtall Merndium APk Server
and Add-onz on vour computer. To continue, chick Mest,

< Back | M et > I Cancel
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4. Click the Next button.

A message appears, indicating that an older version of Meridium APM
Application Server and Add-ons is installed on this machine and that it
will be uninstalled automatically before you can install the new version.

5. Click the Yes button.

The License Agreement screen appears.

Meridium APM Server and Add-ons - Installshield Wizard

License Agreement

Fleaze read the following license agreement carefully,

EMD-USER LICEMSE AGREEMEMNT FOR MERIDIUM SOFTWARE -
[MPORTAMNT - READ CAREFULLY

Thiz program containz material that iz propnetamny and confidential to Mendium, Inc. and iz
protected by copyright law and intermational treaties. Uze of thiz program ig limited and
restricted by the terms of a licensze agreement with Merndium, Inc. This program may not be
copied or digtibuted except az specifically permitted in the license agreement. Any
unauthonized use, reproduction or digtribution of this program can result in severs civil ar
criminal penalties and will be prosecuted to the masimum extent pozsible. v'ou may not

alter, remove ar destrop any copyright natice or confidential, proprietary, secret or ather

gimilar legendz placed on ar with Merndium products. ;I

" | accept the terms of the lizense agreement Print |

* | do not accept the terms of the license agreement

[ rztalls hield

¢ Back I [dert = I Canicel |

6. Read the entire license agreement, and then select one of the following
options:

e | accept the terms of the license agreement, if you agree to the
terms of the license agreement and want to continue. These
instructions assume that you want to continue.

« | do not accept the terms of the license agreement. This option
is selected by default. If you do not agree to the terms of the
license agreement and do not want to continue, click the Cancel
button to exit the installer.
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7.

8.

The Next button is enabled.
Hint: If you want to print the license agreement, click the Print button.
Click the Next button.

The Select Installation Location screen appears, prompting you to
select the location where the Meridium APM Web Services software will
be installed after the older version is uninstalled. The software will be
saved to the following folder on the Meridium APM Web Server machine
by default: C\Program Files\Meridium.

Meridium APM Server and Add-ons - Installshield Wizard

Select Installation Location

@ [nztall Mendium APM Server and Add-ons to:

C:%Program Filezhkeridium Change... |

[rztalls hield

¢ Back | M et > I Cancel

If you are satisfied with the default location where the software will be
installed, click the Next button.

-0r-

If you want to change the location where the software will be installed,
click the Change button, and navigate to the location where you want
to install the Meridium APM Web Services software. The folder path that
you select will be displayed in place of the default folder path. When
you are satisfied with the installation location, click the Next button.
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9.

The Select the features you want to install screen appears, and the
Meridium APM Application Server node is highlighted automatically in

the tree.

Meridium APM Server and Add-ons - InstallShield Wizard

Select the features you want to install

a

E..

=

M (A endium AP Application Server
-] Configuration M anager
-] Meridium AP Adapter for S5R5 Designe

[ Meridium &P Adapter for SSRS
[IMeridium AP Sync Services with Operator

[ Default Languange [E nglish)
[ Chinese(Simplified)

] Dukch

~[_]French

-l

2593 MB of zpace required on the C drive
16419.16 MEB of space avalable on the C dive

InstallShield

— Description

Inztallz the APM Application
Server and these client
componentz: APk Framework,
[ atabaze | pograde b anager,
Data Source Manager,
Schedule M anager, URL

b anager. Optionally inztallz
Configuration Manager, if
pre-requigites are inztalled.

¢ Back | M et = I

Cancel |

Note: The Select the features you want to install screen lets you
specify which features you want to install on the Web Server machine.
These instructions assume that you want to deploy only the Meridium
APM Web Services option and a supporting instance of the Meridium APM
Application Server (with APM Framework applications).

Select the Meridium APM Application Server check box.

The subnodes are selected automatically.

=B A eridium APM Application Server
- [w] Canfiguration Manager

v Merdium APM Adapter for S5RS Designe
-] Mesidium APM Adapter for S55R5

=[] Menidium APM Sync Services with Operator
[ ] Default Language [Englizh)
[ ] Chirese(Simplifizd)
[1Dutek

[ IFrench

il
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10. Clear the Configuration Manager check box. Keep in mind that you can
run this installer again and install the Configuration Manager at a later

11.Clear the Meridium APM Adapter for SSRS Designer check box. Keep in
mind that you can run this installer again and install the Configuration
Manager at a later time.

12.Scroll down in the list of available components, and select the Meridium
APM Web Services check box.

IMPORTANT: While additional options are available for selection in the tree on
the Select the features you want to install screen, these options are not
meant to be installed on the Meridium APM Web Services machine. These
instructions assume that you want to deploy only the Meridium APM Web
Services software and a supporting instance of the Meridium APM Application
Server (with APM Framework applications). This installer is also used to install
the additional components on other machines.

42

13.Click the Next button.

A message appears, indicating that the installer is checking your
machine for the required prerequisites for the features that you want to
install after the older version is uninstalled.

If one or more prerequisites are missing on the machine, the
Meridium Installer screen will appear and display a message that
indicates which prerequisites still need to be installed on the
machine before you can install the feature that is dependent on
that prerequisite. This message also indicates what you can do to
continue.

If you see this screen, you should read the message in detail, and
either click the Back button to clear the selection whose
prerequisites are missing, and then continue through the
installation without installing that component, or close the
installer, install the missing prerequisite, and then run the
installer again later.

If all the prerequisites for the selected components are installed
on the machine, or you have selected components that do not
require any prerequisites, the Select ZIP File Location screen
appears.
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Meridium APM Server and Add-ons - Installshield Wizard
Select ZIP File Location

Select the folder where the Z1P file will be inztalled.

Thiz ZIP file will be uszed by the D'atabaze Camparizan Ltility. Select the folder where this file
will be ingtalled. The content of the file will be extracted automatically by the Databaze
Comparizon Utility bo the zame location in which it wagz installed. The zize of the extracted file

content will vary depending upon your current databaze verzion and can be between 300ME
and 3AGE.

C:\MendiumsDblUpg Browse... |

|rstallShield

|' [restination Folder

¢ Back I Mext > I Cancel |

The Select ZIP File Location screen lets you specify the location
where you want the ZIP file of database content to be installed.
This ZIP file is used by the Database Comparison Utility. By
default, the ZIP file will be installed in the folder

C:\Meridium\DbUpg. You can, however, select a different
location.

14.Read the information on this screen and note the estimated size of the
extracted files from this ZIP file. You should use this information to
determine where you want install the ZIP file.

15.If you want the ZIP file to be installed in the default location, accept the
default setting.

_Or_

If you want the ZIP file to be installed in a different location, click the
Browse button, and navigate to the location where you want the ZIP file
to be installed. The selected file path will appear in the Destination
Folder section in place of the default file path.

16.Click the Next button.

The Websites screen appears.
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17.

18.

Meridium APM Server and Add-ons - Installshield Wizard

Websites “ ]

Lizt af websites an thiz machine. I t. o

Setup muzt create a wirtual directon for Mendium, Select a website fram the fallawing lizk for
kderidium's wirtual directon.

Default 'weh Site |

[ratallShield

< Back et > | Cancel I

When Meridium APM Web Services is installed, the installer creates a
virtual directory within a website that is configured in the IIS Manager
on the Meridium APM Application Server. If you have more than one
website configured on the Meridium APM Application Server, this screen
lets you choose which website to use.

Note: Throughout this documentation, we assume that you have chosen
to install Meridium APM Web Services under the website Default Web
Site. If you install it under a different website, wherever our
documentation refers to the Default Web Site, you will need to
substitute the website that you selected during this step.

In the list of websites, select the website where you want to create a
virtual directory for Meridium APM Web Services.

Note: If you have only one website configured, that website will be
selected in the list automatically. In this case, you can simply accept
the default selection.

Click the Next button.

The Complete the Installation screen appears.
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Meridium APM Server and Add-ons - Installshield Wizard

Complete the Installation

Click. the Inztall Buttan ta continue.

IF pou want ko review ar change any of your installation settings, click the Back button.  Chick
the Cancel button o exit the wizard.

[ratalls hield

< Back | [rztall I Cancel

The Complete the Installation screen contains a message, indicating
that if you want to modify any of the settings that you specified in the
preceding screens in the installer, you can use the Back button to do so,
or if you do not want to complete the installation, you can click Cancel.
These instructions assume that you are ready to complete the upgrade
process.

19.Click the Install button.

A message appears, indicating that the older version of Meridium APM is
being removed. After the older version is removed, the Setup Status
screen appears and displays a progress bar, indicating the progress of
the installation process.
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Meridium APM Server and Add-ons - Installshield Wizard
Setup Status

The InstallShield wWizard iz inztalling Mendium &Pk Server and Add-ons

Inztalling

C:AProgram Filezendium'5 15k anagement. chm

[

|metallShield

Caricel

After the progress bar reaches the end, the Installation is Complete
screen appears.

Meridium APM Server and Add-ons - InstallShield Wizard |

Inztallation iz Complete

t eridium &Pk Server and Add-ons have been inztalled
successfully, Click the Finizh button to close thiz window,

W Launch &P Spstern Administration now.

< Back | Finizh I Catizel
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This screen contains a message, indicating that the software has been
installed successfully. You can also select to optionally launch the APM
System Administration tool when the installer window closes. By default,
this option is set to Yes.

20.Clear the Launch APM System Administration now check box, and click
the Finish button.

The Meridium APM Server and Add-ons installer closes.

Modifying the File
Meridium.Core.Scheduling.Service.exe.config

To modifying the file Meridium.Core.Scheduling.Service.exe.config:

1. On the Meridium APM Application Server, navigate to the folder
<root>\Program Files\Meridium\Services.

2. Open the file Meridium.Core.Scheduling.Service.exe.config in an XML
editor.

3. In the file, locate the text <setting name="SleepPeriod"
serializeAs="String" <value>15</value>.

4. Between the <value> tags, replace the 15 with 2.

5. Save the file and close it.

AMS Analytics Security
The following baseline Security Groups are provided for AMS Analytics users:

e MI AMS Suite APM User: Provides users with general access to AMS
Analytics features and the ability to create and modify AMS Asset
Recommendation records.

e MI AMS Suite APM Power User: Provides users with general access to
AMS Analytics features and the ability to create AMS Asset
Recommendation records, Equipment records, and Functional Location
records, and modify AMS Asset Recommendation records.
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e MI AMS Suite APM Administrator: Provides users with administrative
access to AMS Analytics features, including the ability to create, modify,

and delete AMS Asset Data Source records.

The baseline privileges for these Security Groups is summarized in the following

table.

MI AMS Suite APM

MI AMS Suite APM

MI AMS Suite APM

User Power User Administrator
Tag View View, Update View, Update,
Insert, Delete
Tag Alert View View, Update View, Update,
Insert, Delete
Tag Data Source View View View, Update,
Insert, Delete
Tag Event View View, Update View, Update,
Insert, Delete
AMS Asset View, Update, View, Update, View, Update,
Recommendation Insert Insert Insert, Delete
Tag Folder View View, Update, View, Update,
Insert Insert, Delete
Equipment View View, Update, View, Update,
Insert Insert, Delete
Functional View View, Update, View, Update,
Location Insert Insert, Delete
Has View, Update, View, Update, View, Update,
Recommendations Insert Insert Insert, Delete
Equipment Has View View, Update, View, Update,
Equipment Insert Insert, Delete
Functional View View, Update, View, Update,
Location Has Insert Insert, Delete
Equipment
Functional View View, Update, View, Update,
Location Has Insert Insert, Delete
Functional
Location
Has Tag View View, Update, View, Update,
Insert Insert, Delete
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Family MI AMS Suite APM MI AMS Suite APM MI AMS Suite APM
Administrator

User Power User

Has Tag Alert View View, Update, View, Update,

Insert Insert, Delete
Has Tag Data View View, Update, View, Update,
Source Insert Insert, Delete
Has Tag Event View View, Update, View, Update,

Insert Insert, Delete
Tag Folder Has View View, Update, View, Update,
Tag Folder Insert Insert, Delete

Managing AMS Asset Data Source Records

Accessing the AMS Analytics Administration Page

The AMS Analytics Administration page contains options that let you create

and modify AMS Asset Data Source records.

To access the AMS Analytics Administration page:

o On the AMS Analytics Start Page, click the Specify Administration

Settings link.

The AMS Analytics Administration page appears.
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Administration Tasks &

AMS Asset Data Sources
[l New AMS AssetDat...
| | Data Source Name | Data Source Plant Hierarchy Status ‘ Data Source Alert Status /4 | Data Source Event Status

Commeon Tasks (7] |L|Deuioe Manager Good Good Good

|_|Perﬁﬂrmance Manager Good Good Good
|_| Meridium Refining Location Structure Good M/A N/A

=7 SendTo >

@

Help

[EX] i 83|

Overview of the AMS Analytics Administration Page
The AMS Analytics Administration page contains the following items:

e AMS Asset Data Sources workspace: Contains a grid that displays a list
of AMS Asset Data Source records that have been configured for use with
AMS Analytics. Each row in the grid represents one AMS Asset Data
Source record. For each record, the following information appears:

= Data Source Name: The value that is stored in the Name field in
the AMS Asset Data Source record. The Data Source Name is
displayed as a hyperlink, which you can click to open the AMS
Asset Data Source record.

= Data Source Plant Hierarchy Status: The value that is stored in
the AMS Asset Status field in the AMS Asset Data Source record.

= Data Source Alert Status: The value that is stored in the AMS
Asset Alert Status field in the AMS Asset Data Source record.

= Data Source Event Status: The value that is stored in the AMS
Asset Event Status field in the AMS Asset Data Source record.
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= Test Data Source Connection: Contains the Test Connection
link, which you can click to test the connection between the
Meridium APM database and the AMS Analytics data source. When
you click this link, a dialog box will appear, indicating whether
the connection is successful or unsuccessful.

= Data Source Enabled: The value that is stored in the Enabled
field in the AMS Asset Data Source record.

You can use standard grid customization options to customize the
appearance of the grid.

Task menus: Contain options that you can use to perform administrative
tasks. The AMS Analytics Administration page contains two task menus:
Administration Tasks and Common Tasks.

Using the AMS Analytics Administration page, you can:

Create AMS Asset Data Source records.
Modify AMS Asset Data Source records.
Disable connections to AMS Analytics data sources.

Delete AMS Asset Data Source records.

Task Menus

Administration Tasks

Administration Tasks €3

[l Mew AMS Asset Dat...

The Administration Tasks menu on the AMS Analytics Administration page
contains the following link:

New AMS Asset Data Source: Displays a new AMS Asset Data Source
record, where you can define the connection information for the AMS
Analytics data source whose data you want to transfer to the Meridium
APM database.
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Common Tasks

Common Tasks

=7 gendTo ==

&) Help

The Common Tasks menu on the AMS Analytics Administration page contains
the following links:

« Send To: Displays a submenu with options that let you send a link to the
current page to your desktop (create shortcut), an email recipient, or a
Home Page.

o Help: Displays the context-sensitive Help topic for the AMS Analytics
Administration page.

Working with AMS Asset Data Source Records
Creating AMS Asset Data Source Records
About Creating AMS Asset Data Source Records

AMS Asset Data Source records store connection information that the Meridium
APM system uses to pull data and display it in the tree. Using an AMS Asset Data
Source record, you can display data in the tree that originates from the
following locations:

e AMS Analytics data sources (e.g., AMS Device Manager)
o CMMS data source (e.g., SAP)

When you create an AMS Asset Data Source record for an AMS Analytics data
source, you will establish a connection between the Meridium APM Web Service
and the Web Service for the specified data source. In this way, the Meridium
APM system can pull data from the data source into the Meridium APM
database and display it in the tree.

When you create an AMS Asset Data Source record for a CMMS data source, you
will specify only that the data you want to view in the tree comes from a CMMS
data source. In this way, you are telling the Meridium APM system that you
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want to view the CMMS data that already exists in the Meridium APM database
because it has already been transferred previously from a CMMS system via an
alternate method (e.g., SAP Interfaces).

Creating AMS Asset Data Source Records for AMS Analytics Data Sources

The following instructions provide details on creating an AMS Asset Data Source
record to pull data that exists in an AMS Analytics data source into the tree. If
desired, you can also create AMS Asset Data Source records that allow you to
view data from a CMMS data source in the tree.

To create an AMS Asset Data Source record for an AMS Analytics data
source:

1. Access the AMS Analytics Administration page.

2. On the Administration Tasks menu, click the New AMS Asset Data
Source link.

The <empty> (new AMS Asset Data Source) dialog box appears,
displaying a new AMS Asset Data Source record.
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<empty > (new AMS Asset Data Source)

<empty> (new AMS Asset Data Source)

Datashest AMS fsset Data Source IEI x

I Web Service Details |Detailed Report Details |Interva|s |5tatus |

vome: [ - cons D surce: [

Connection Details

LIRL:

Lser 10 Passwopd; e E
MNebwork Details

Mebwork Domain: Use Metwork Credentials?: [ ]
Mebwork User I0: Metwork Passward; ket IEI

Prozey Details

Use Prowy?: [

Prosy LIRL: Prosxy Pork:

| ok | | Cancel |

3. Complete the fields on the datasheet as desired. The Name field is
required.

4. Click OK.

The dialog box closes and the AMS Asset Data Source record appears in a
new row in the grid. At this point, you should test the data source
connection.

Creating AMS Asset Data Source Records for CMMS Data Sources

The following instructions provide details on creating AMS Asset Data Source
records that allow you to view data from a CMMS data source in the tree. These
instructions assume that you have already transferred data from a CMMS system
to the Meridium APM database.
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If desired, you can also create AMS Asset Data Source records that pull data
from AMS Analytics data sources and display it in the tree.

To create an AMS Asset Data Source record for a CMMS data source:
1. Access the AMS Analytics Administration page.

2. On the Administration Tasks menu, click the New AMS Asset Data
Source link.

The <empty> (new AMS Asset Data Source) dialog box appears,
displaying a new AMS Asset Data Source record.

<empty = (new AMS Asset Data Source)

<empty> (new AMS Asset Data Source)

Datasheet  AMS Asset Data Source E x

I Web Service Details |Detailed Report Details |Interva|s |Status |

Web Service Connection Details

LIRL:

User 101 Passwiardy R B
Metwark Details

Mebwork Damain: Use Nebwork Credentials?: [ |
Metwork User 10 Metwork Password; s E

Proxy Details

Use Proxy?: []

Prozxy LRL: Proxy Pork:

| ols | | Zancel |

3. In the Name field, specify a name for the CMMS hierarchy that you want
to view in the tree. This field is required.
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4. Select the CMMS Data Source check box.
All other fields are disabled.
5. Click OK.

The dialog box closes and the AMS Asset Data Source record appears in a
new row in the grid. At this point, you should test the data source
connection.

Modifying AMS Asset Data Source Records

The following instructions provide details on opening and modifying AMS Asset
Data Source records.

To modify AMS Asset Data Source records:

1. On the AMS Analytics Administration page, locate the row containing
the AMS Asset Data Source record you want to modify.

2. In the Data Source Name cell, click the hyperlinked data source name.

The <data source name> (AMS Asset Data Source) dialog box appears,
displaying the contents of the selected AMS Asset Data Source record.

3. Modify the fields as desired.
4. Click OK.

The <datasource name> (AMS Asset Data Source) dialog box closes,
and your changes are saved. At this point, you should test the data
source connection.

Deleting AMS Asset Data Source Records

If you no longer want to use the data that exists in an AMS Analytics data
source, you can delete its AMS Asset Data Source record. When you do so, you
are deleting the connection between the Meridium APM Web Service and the
Web Service for that data source. Note, however, that the AMS Asset and AMS
Asset Folder records that were previously transferred to the Meridium APM
database from that data source will still exist in the Meridium APM database. If
you no longer want to view the data that was transferred from that data source
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to the Meridium APM database, you can remove that data from the Meridium
APM database by executing the AMS Asset datasource Cleanup strategy rule.
When you execute this strategy rule, you are deleting from the Meridium APM
database records that were created based on data that was transferred from
the AMS Analytics data source for which no AMS Analytics Data Source record
currently exists.

Note: When you execute the AMS Asset datasource Cleanup strategy rule, you
will also delete from the Meridium APM database records that are not linked to
an AMS Asset Folder record. In other words, if you rename an AMS Asset Folder
record in an AMS Analytics data source, you can remove the records that were
linked to the AMS Asset Folder record with the previous name.

To delete an AMS Asset Data Source record:

1. On the AMS Analytics Administration page, locate the row containing
the AMS Asset Data Source record that you want to delete.

2. In the Data Source Name cell, click the hyperlinked data source name.

The <data source name> (AMS Asset Data Source) dialog box appears,
displaying the selected AMS Asset Data Source record.

3. At the top of the datasheet, click the Delete button. X
A message appears, asking if you really want to delete the record.
4. Click the Yes button.

The datasheet is hidden, and a message appears, indicating that the
record has been deleted.

5. Click OK.

The dialog box closes, revealing the AMS Analytics Administration page,
and the selected AMS Asset Data Source record no longer appears in the
grid.
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Testing Data Source Connections

To ensure that the Meridium APM system can successfully access the data
source specified in the AMS Asset Data Source record, you can test the
connection to the data source.

To test the data source connection:

1. On the AMS Analytics Administration page, locate the row containing
the AMS Asset Data Source record whose connection you want to test.

2. In the Test Data Source Connection cell, click the Test Connection
link.

A message appears, indicating the status of the data source connection:

« If the connection is successful, the message indicates that the
connection to the data source is successful and provides details on
the data source to which you have provided connection
information.

« If the connection is unsuccessful, the message indicates that the
connection is not valid and provides details on the values that are
invalid. If the connection information is invalid, you will need to
modify the values that the Meridium APM system has listed as
being invalid and test the connection again.

3. Click OK.

The message closes, revealing the AMS Analytics Administration page.

Disabling Data Source Connections

Disabling a data source connection prevents the Meridium APM system from
accessing data in the associated AMS Analytics data source and transferring it
to Meridium APM. Disabling a data source connection does not disable the fields
on the datasheet or the record itself. After you disable the data source
connection in an AMS Asset Data Source record, you can still view and modify
the contents of the record. When a data source connection is disabled for an
AMS Asset Data Source record, until the connection is enabled again:

e That data source will not appear in the tree.
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o Data will not be collected from that data source.

o That data source will not be included in any baseline reports, graphs, or
gueries in AMS Analytics.

To disable an AMS Analytics data source connection:

1. On the AMS Analytics Administration page, locate the row containing
the AMS Asset Data Source record whose data source connection you
want to disable.

2. In the Data Source Enabled cell, clear the Data Source Enabled check
box.

The AMS Analytics data source connection is disabled. The AMS Analytics
data source will no longer appear in the tree, and data will no longer be
collected from the data source specified in the record.

Note: To enable a data source connection, select the Data Source Enabled
check box.

Scheduling the Data Collection Process

In AMS Analytics, you can create an AMS Asset Data Source record that contains
data source connection information that allows Meridium APM to access the
specified data source, retrieve data, and transfer it to the Meridium APM
database. Then, you can use the Schedule Manager to create a scheduled item
that will trigger the Meridium APM system to connect to the data sources
specified in the AMS Asset Data Source records and transfer that data to the
Meridium APM database.

Use the following guidelines for creating a scheduled item that will transfer
data from the specified data source to Meridium APM:

e On the Choose a Meridium APM Assembly dialog box, select the file
Meridium.AssetPortal.dll.

e On the Task tab, define a schedule that will execute the scheduled item
on a recurring basis. The frequency by which you want to execute the
scheduled item is up to you.
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e On the User tab, specify a user who has at least View and Update
privileges on the AMS Asset Data Source family and View, Update, and
Insert privileges on the following families:

= AMS Asset

= AMS Asset Folder

= AMS Asset Alert

= AMS Asset Event

= Has Tag

= Has Tag Folder

= Has Tag Data Source
= Has Tag Alert

= Has Tag Event

Linking AMS Asset Records to Existing Equipment or
Functional Records

Linking AMS Asset Records to their associated Equipment or Functional Location
records establishes the relationship that is necessary for creating AMS Asset
Recommendation records and generating Notifications in SAP. Before you can
generate SAP Notifications from an AMS Asset Recommendation record, you will
need to link the AMS Asset records to the associated Equipment or Functional
Location records that exist in the Meridium APM database.

To link an AMS Asset record to a Equipment or Functional Location record:
1. In the Record Manager, open the desired AMS Asset record.
The AMS Asset record appears as the root record in the record hierarchy.

2. Change the filtering option in the record hierarchy to display all possible
families.
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3. Right-click the Equipment or Functional Location family name,
depending upon the family whose record you want to link to the AMS
Asset record, and click Find an existing <Family record> to link to the
<root record>.

The Find an existing Equipment t link to <Record ID> window appears,
where <Record ID> is the Record ID of the AMS Asset record.

4. Provide the desired search criteria, and then click the Find Now button.
Your search results appear in a list below the search form.

5. Select the desired Equipment or Functional Location record, and click
the Link to Selected Record button.

The search closes, revealing the Record Manager, and the Equipment or
Functional Location record that you selected from the search results is
linked to the root AMS Asset record.

About Defining the Criticality Value in AMS Asset
Records

The value in the Criticality field in AMS Asset records indicates the importance
of the health of the piece of equipment or location that is associated with the
AMS Asset record. This field is unique to Meridium APM. A corresponding field
does not exist in any AMS Analytics data source. Therefore, when data is
transferred from an AMS Analytics data source to Meridium APM and AMS Asset
records are created, this field will be empty.

The Criticality field in AMS Asset records is disabled and populated
automatically based upon the risk assessment for the Equipment or Functional
Location to which the AMS Asset records are linked. Because Asset Criticality
Analysis (ACA) is the only feature that allows you to define a risk assessment
for an Equipment or Functional Location record, the AMS Analytics
implementation assumes that you are also using ACA and that this field is
populated automatically.

In addition, the values in the Criticality field of AMS Asset records will be used
in combination with values in the Health Index field to calculate the composite
health index value for AMS Asset Folder records. After a value exists in the
Criticality field of AMS Asset records, when data is collected from an AMS
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Analytics data source, the Health Index field in AMS Asset Folder records will
be populated with a value.

Configuring the Product to Use Oracle-specific
Queries

The Event Trend Daily and Event Trend Monthly summary reports are built using
a number of queries, where some of those queries contain syntax that is
database-specific and can be interpreted only on Oracle or SQL Server
databases. If you are using a SQL Server database, the product is configured by
default to use the SQL Server versions of these queries, so no manual steps are
required. If, however, you are using an Oracle database, you will need to
configure the product manually to use the Oracle versions of these queries.

Specifically, the following queries are delivered with a SQL Server and Oracle
version, where the Oracle version contains the text _Oracle in the name.

SQL Server Version Oracle Version

Event Trend Daily Event Trend Daily_Oracle
Event Trend Monthly Event Trend Monthly_Oracle
Past 10 Days List Past 10 Days List_Oracle
Past 12 Months List Past 12 Months List_Oracle

If you are using an Oracle database, to configure the product to use the Oracle
versions of the queries, you will need to complete the following steps:

1. Rename the SQL Server versions of the queries. For example, you might
want to rename the Event Trend Daily query Event Trend Daily_SQL.

2. In the Oracle versions of the queries, remove the text Oracle from the
name.
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Navigating AMS Analytics

About Navigating AMS Analytics

The AMS Analytics module leverages standard Meridium APM functionality to
provide you with access to data that was transferred from an AMS Analytics
data source to the Meridium APM database. The documentation in this section
of the Help explains how to use the following specific features in AMS
Analytics:

e The tree
e The Navigation menu
e The Associated Pages menu

This documentation assumes that you are familiar with standard Meridium APM
functionality and the components of the AMS Suite.

The Tree

About the Tree

The tree in AMS Analytics provides a structured view of the AMS Asset Folder
records that were transferred to the Meridium APM database from AMS
Analytics data sources. AMS Asset Folder records are represented by nodes and
make up all levels of the tree.

A folder labeled AMS Analytics appears as the root node of the tree. Below the
root node, a node appears for each AMS Analytics data source, as represented
by a data source icon.@ The data source names come from the Name field in
the associated AMS Asset Data Source record. After data has been collected
from that AMS Analytics data source, the tree displays the AMS Asset Folder
records below the root node. The AMS Asset Folder nodes that appear in the
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tree correspond to the AMS Asset Folder records that exist in the Meridium APM

database and are represented by a folder icon.= The following image shows an
example of the tree created from the AMS Machinery Manager data source.

[EHE | AMS Analytics
[ () ;FUNCTION LOCATION
|_——_|ﬂ] Mach Manager (CIS)
I | PLanT
EHE Example.rbm
{7 | VAVibration Area
-7 | TATribology Area
-7 | MTAMult Technalogy Area
{7 | TRTransient
-{71| A3Area 3 (Motor Technology)
-7 IRSArea 5 Infrared Thermography
-7 ABArea & (Ultrasonic Technology)
{71 | ATArea 7 (Alignment Jobs)
-{7) | ABArea 5 (Analyze Jobs)
-7 ASArea 9 (Balance Jobs)
-7 Al34rea 13 (Online Technology)
][0 Performance Monitor

Note: One AMS Analytics data source node will exist in the tree for each
enabled AMS Asset Data Source record that exists in the Meridium APM
database.

When you select an AMS Asset Folder node in the tree, information about the
AMS Asset, AMS Asset Alert, and AMS Asset Event records that are linked to the
associated AMS Asset Folder record appears in a Catalog item that is displayed
in the workspace to the right of the tree. The Catalog item that is used to
display the information will depend on the page where you are viewing the
tree.

The following table provides information on where the tree appears in the AMS
Analytics module and the Catalog item that appears in the workspace on that

page.
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The workspace on this Displays this Catalog item...

page...
AMS Analytics - Assets Assets query.

AMS Analytics - Alerts Active Alerts query.

AMS Analytics - Events Events query.

AMS Analytics - Multiple graphs that are stored in the Catalog folder

Dashboard \\Public\Meridium APM\Modules\AMS Asset
Portal\Dashboard.

AMS Analytics - <ID> A single graph that you open via the AMS Analytics -

Dashboard page.

Navigating the Tree

You can select a node in the tree to view information about the records that
are linked to the record represented by that node. When you select a node,
information about the records that are linked to the associated record is
displayed in a Catalog item that appears in the workspace to the right of the
tree.

A plus sign (+) to the left of a node in the tree indicates that you can expand
that level of the tree. A minus sign (-) indicates that a given level of the tree is
fully expanded. The absence of a plus or minus sign means that you have
reached the lowest level of the tree. You can expand a node by clicking the
plus sign or by double-clicking the name of the node. Additionally, you can use
the options on the shortcut menu to expand and collapse nodes in the tree.

After you have expanded nodes in the tree, if you navigate away from the page
and back again using the Back button, your previous selection in the tree will
be retained.

When you navigate to a node in the tree and select it, a Catalog item will be
executed to display information about the records that are linked to:

e The selected node.
-and-

e Every node that appears below that node in the tree.
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For example, on the AMS Analytics - Assets page, assume the tree is
configured as shown in the following image.

66

[Z1C0 | AMS Analytics
[ @) FUNCTION LOCATION

[l Mach Manager (CIS5)

[ [ Performance Monitor

] | PLANT

EHEI Example.rbm
-7 vavibration Area
= éT.lf'.Trit:u:::lu::ngn-I Area _
{7 | MTAMuUlE Technology. ..
{7 | TRTransient
-7 A3&rea 3 (Motor Tec,..
{7 IRSArea 5 Infrared T...
-0 | AGArea & (Ultrasonic ...
-{7) | ATArea 7 (Alignment ...
-7 ABArea 8 (Analyze 1...
-7 ASArea 9 (Balance 1...
-{7 | A13Area 13 (Online ...

If you select the root AMS Analytics node, the workspace to the right
will display query results for ALL the AMS Asset records that exist in any
AMS Analytics data source.

If you select a data source node, the workspace to the right will display
qguery results for all the AMS Asset records that exist in that AMS
Analytics data source. If you select the node VAVibration Area, which
appears below the node Example.rbm, the query results will display all
the AMS Asset records that are linked to VAVibration Area only. The
following image shows the AMS Asset records that are linked to the AMS
Asset Folder record VAVibration Area. The record count below the query
results shows that the VaVibration Area record is linked to 16 AMS Asset
records.
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[Eli= | AMS Analytics || Name | Health | Criticality | Type | Model | Manufacturer | Descrip
[l FUNCTION LOCATION 2 20 KW Loosen
L:_|[] Mach Manager (CIS) | Machin /A Reduktor Broken

E‘B PLANT |_|Mad'1ine 11 |NfA pomp Misaligr
E{a Example.rbm |_|Mad'1ine 17 54 3 100 KW Loosen
{21/ vavibration Area | |Machine 13 |n/a HCCHFODTFO V1DD Gilwhirl
{7 TATribology Area |_|Mad'1ine 14 NfA DROOGCYLINDER Crack it
{5 MTAMUIt Technology Area |_|Mad'1ine 15| 48 4 VENTILATOR Rolelen
{2 TRTransient |_|Mad'1ine 16 NfA Rotor k
{23 A3Area 3 (Motor Technology) |_|Mad'1|ne 2 - 5 Screw Compressor Quter F
Machine 3 | NfA Reduktor Outer
{7 IRSArea 5 Infrared Thermography L l N
| Machine 4 |MfA Inner R
{7 ABArea 6 (Ultrasonic Technology)
|_|Mad'1ine 5 Nfa Reduktor Bearing
{7 A7Area 7 (Alignment Jobs)
| Machine & |MfA Stoomturbine Rub at
{71 ABArea 3 (Analyze Jobs
5 (Analy ) L Machine 7 | 44 6 VENTILATOR. Belt pre
ASArea 9 (Bal Job:
3| AsArea 8 (Balance Jobs) | |Machines |nja HCEOHF1DLF 1 E2UU Softfoc
{7 Al3Area 13 (Online Technology) ] Machined |N/A T i
[ [l Performance Monitor
-
LAl I ) 3]
Page: of 1 16 records found «« First Page 523:

e If you were to select the node Example.rbm, however, the query results
would display all AMS Asset records that are linked to any of the records
that appear in the level of the tree below that node (which includes
VAVibration Area). The following image shows the AMS Asset records
that are linked to the AMS Asset Folder records that appear below the
AMS Asset Folder record Example.rbm. The record count below the
query results shows that there are 71 AMS Asset records linked to these
AMS Asset Folder records.
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[EliE | AMS Analytics
[} ()| FUNCTION LOCATION
|_——_|m Mach Manager (CIS)
ElE | pLanT
EHE] Example.rbm

{7 | VAVibration Area

{7 | TATribology Area

{7 | MTAMulti Technology Area

{7 | TRTransient

{7 A3Area 3 (Motor Technology)
{7 IRSArea 5 Infrared Thermography
{7 ABArea & (Ultrasonic Technology)
{7 A7Area 7 (Alignment Jobs)

{7 ABArea 8 (Analyze Jobs)

{7 A9Area 9 (Balance Jobs)

{7 Al3Area 13 (Online Technology)

+] (@ | Performance Monitor

(! Mame | Health | Criticality | Type | Model | Manufacturer | Desc ‘;
gy Brea
L AL 056 N/fA Air System Plant _
L Cci NJA Comg
LIQ MfA Comy |
| CrownRaoll - Strai
Tons o7y
|_| EQUIP#11 e Equip
L Fan RunQut | MfA Fan f
L Furn 742 - Furni
L Machine 1 63 Z 90 KW Loos:

| Machine 1 | REDUCTELR Mixel
L Machine 10 | MfA Reduktor Broks
|_|Mad1ine 11 |NfA pomp Misal
L Machine 12 | 54 3 100 KW Loos:
l_l Machine 13 |N/fA HCCHFODTFO V1DD Oilwk
l_l Machine 14 | NfA DROOGCYLINDER Crad
|_|Mad'1ine 15 |48 4 VENTILATOR Rolel |
| |Machine 16 |N/A Roto 7|
[N il I L
Page: of 1 71records found «« First Page 523:

Shortcut Menu in the Tree

When you right-click a node in the tree, a shortcut menu appears and contains
the following options:

Expand <Node name>: Expands the level of the tree directly below the
selected node.

Expand <Node name> and all child nodes: Expands every level of the
tree below the selected node.

Collapse <Node name>: Collapses all levels of the tree below the
selected node.

Viewing Information from a Different Data Source

You can view information that was collected from an AMS Analytics data source
other than the one that is currently selected in the tree.
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To view information from a different AMS Analytics data source:
e In the tree, navigate to the desired AMS Analytics data source.

The workspace to the right of the tree refreshes and displays data for
the selected AMS Analytics data source.

The Navigation Menu
The Navigation menu appears on the following pages in AMS Analytics:

AMS Analytics - Assets

AMS Analytics - Active Alerts

AMS Analytics - Events

AMS Analytics - Dashboard

The following image shows what the Navigation menu looks like on the AMS
Analytics - Assets page.

Navigation &5

=  Assets
Alerts
Events
Dashboard

The Navigation menu contains the following links:

Assets: Displays the AMS Analytics - Assets page.

Alerts: Displays the AMS Analytics - Active Alerts page.

Events: Displays the AMS Analytics - Events page.

Dashboard: Displays the AMS Analytics - Dashboard page.
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You can click any link on the Navigation menu to access the corresponding
page. In addition, to refresh the results that appear on the current page, you
can click the link representing that page. The Navigation menu contains a
green arrow next to the link representing the page that you are currently
viewing. When you click a link on the Navigation menu, on the page that
appears, the tree will be expanded to the same node that is displayed on the
current page. All nodes that are not directly related to the currently selected
node, however, will be collapsed automatically when the new page appears.

For example, suppose the tree on the AMS Analytics - Assets page is expanded
as in the following image, where the South Seas Plant node is selected.

[EHE | AMS Analytics || Name | Health | Criticality | Type | Model | Manufacturer | Description e
-m FUNCTION LOCATION ILEM /A Gas Heater 2 Cell Gas Heater
m Mach Manager (CIS) | HRSG-220 | 87 HRSG Heat Recovery Steam G
10| Performance Monitor | |Hrsc-230x [ S0 HRSG Intermittent Duct Fired |
{D North Central Plant l_lm a5 Heat Exchanger Steam Condensing Heat
{tl South Seas Plant | [sB-230 B84 Steam Boiler Coke Boiler
{EI Part Sterfing L YH-101 MfA Vacuum Heater Vacuum Column Feed He
-
SN il | LA
Page: of 1 6records found «« First =« Prev Page 523:

If you were to click the Alerts link on the Navigation menu, the AMS Analytics
- Active Alerts page would appear, and the tree would be expanded as in the
following image, where the South Seas Plant node is still selected.
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meridium

Common Tasks
i Print
=7 SendTo »>

) Help

I

Other Tasks

I

| ExporttoFile
ﬂ Export to Dataset

I

Havigation
Aszets

= Alerts
Events

Dashboard

Associated Pages

* AMS Analytics - Active Alerts

[E1{E1 | AMS Analytics
[l FUNCTION LOCATION
{3l Mach Manager (C15)
E| [l Performance Monitor
{31 | Marth Central Pl...
-7 South Seas Plant
{27 | Port Sterling

| | Date/fTime | Name

Severity

| Description | Model

|+ 2008:03°30 18:59:00 HX-200
|_|2008-03—30 9:00 | HRSG-230%
|_|2008-03—29 18:59:00 | 5B-230
|_|2008-03—21 10:59:00 | ¥H-101
L | 2008-03-21 07:59:00 | GH-201

L

ADVISORY
ADVISORY
ADVISORY
MATMTENANCE
MAINTENANCE

Previously operated outside defined limits.
Previougly operated outside defined limits,
Previougly operated outside defined limits.
Currently operating outside defined limits.
Currently operating outside defined limits.

-

| |

Page: of 1 5 records found

<« First

Page Sze:

< Previous Mex

The Associated Pages Menu in AMS Analytics

The Associated Pages menu appears throughout the AMS Analytics module on
pages where the tree appears. The Associated Pages menu displays Associated
Pages that have been configured for the AMS Asset Folder and AMS Asset Data
Source families, depending upon which node is selected in the tree. If no
Associated Pages have been configured for either entity family, the Associated
Pages menu will be empty.

The Associated Pages Menu in the Record Manager

The Associated Pages menu contains the following links when you are viewing

an AMS Asset Event or AMS Asset Alert record:

o Generate Work Notification: Displays a new AMS Asset Recommendation
record. This link appears only when you are viewing an AMS Asset Event
or AMS Asset Alert record.

o Detail Report: Displays the Detailed report that corresponds to the
family whose record is currently selected in the tree.

The Associated Pages menu contains the following links when you are viewing
an AMS Asset record:
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o Detail Report: Displays the Detailed report that corresponds to the AMS
Asset family.

e Alert Trend: Displays a submenu with the following options:
= by Severity: Displays the Alert Trend by Asset graph.

= by Description: Displays the Alert Trend by Asset by Event
Description graph.

In addition to the links described here, the Associated Pages menu will display
links that have been configured manually for the family of the currently
selected record.

AMS Analytics - Assets Page

Accessing the AMS Analytics - Assets Page

The AMS Analytics - Assets page lets you view a summary of the information
stored in AMS Asset records. You can use the AMS Analytics - Assets page to
view the AMS Asset records that are linked to an AMS Asset Folder record.

To access the AMS Analytics - Assets page:
e On the AMS Analytics Start Page, click the View AMS Assets link.

The AMS Analytics - Assets page appears.
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== S
@ Meridium APM Framework - AMS Analytics - Assets = e
~ o7/ Datasct ~ B8 Dashboard -
o e
meridium
Common Tasks
% e [ AMS Analytics | Type | Model | Manufacturer
S send [ Device Manager Interface THUM Adapter Rosemount
= end To >3 H
@) Performance Manager Interface THUM Adapter Rosemount
@ Hep {]| Meridium Refining Locatio. .. _|Fcn Nja Valve Pasitioner DVC2000 Fisher Controls Internationa
u FC-400 N/A Valve Positioner fController DVC6200/DVC&000 Fisher Controls Internationa
Other Tasl
| |Fr-102 N/A Flow 8742 Rosemount Magnetic |Rosemount
=F| Export to File W=t M/A Flow 800D Vortex Flow Rosemount
8 Export to Dataset ==t /A Pressure 3051 Rosemount
| |er22s NjA Flow MVD 2700 Coriolis Mass | Micro Motion
Navigation 8 = /A Pressure 3051 Rosemount
Q Assets \_IFF4OZ N/A Flow 83000 Rosemoun it
Aerts | |Frs03 N/A Pressure 3051 Rosemount
frerie | |Ers0s /A Flow 873E Rosemount
ven!
| |Ere N/A Pressure 3051 Rosemount
Dashboard | |ers0z nNja Flow 3095MV Rosemount
_|Fr-08 /A Flow 24005 Micro Motion
Associated Pages
= \_‘Gateway 01 N/A Interface 1420 Rosemoun it
| erwy-24 N/A Interface 1420 Rosemount
| |HiconTROL N/A Interface 4052 Fisher-Rosemount Systems,
| Lrs N/A Pressure 3051 Rosemount
= N/A Flow 3095My Rosemount
_|Lrss NjA Level 5400 Radar Level Rosemount
Ll I | ]
Page: of 1 42recordsfound «xFirst  «Previous Next»  Lasts» Page Size 100 |

Aspects of the AMS Analytics - Assets Page

The AMS Analytics - Assets page contains the following items:

AMS Analytics - <Caption> text: The text AMS Analytics - <Caption>
appears at the top of the page, where <Caption> is the Catalog caption
of the Assets query.

The left pane: Contains a tree containing nodes representing records.

Query results section: Displays the results of the Assets query based
upon your selection in the tree. You can click the hyperlinked Record ID
of an AMS Asset record to view the contents of the record in the Record
Manager.

Below the Asset query results are options that you can use to navigate
the query results.

Task menu pane: Contains task menus that you can use to perform tasks
related to the AMS Analytics - Assets page. The following task menus
appear on the AMS Analytics - Assets page:

=  Common Tasks menu
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= Other Tasks menu
= Navigation menu
= Associated Pages menu

You can resize the left pane and the query results section by clicking the
divider and dragging it to the desired width. As one section grows narrower,
the other section grows wider.

About the Assets Query

The Assets query is stored in the Catalog folder \\Public\Meridium
APM\Modules\AMS Asset Portal\Queries and appears in the query results
section on the AMS Analytics - Assets page. The Assets query results contains a
summary of all the AMS Asset records that are linked to a given AMS Asset
Folder record in an AMS Analytics data source. The results that appear are
determined by the node that is currently selected in the tree. Each row in the
guery results represents one AMS Asset record.

You can use the Assets query to:

e View a list of all the AMS Asset records that exist in a given AMS
Analytics data source.

o Determine the health of the equipment and locations for which the AMS
Asset records exist.

e Open an AMS Asset record and view its contents in the Record Manager.

For each AMS Asset record that appears in the query results, the following
information is displayed:

Name

Health Index

Criticality

Type
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e Model
e Manufacturer
e Description

You can use standard grid functionality to modify the appearance of the query
results.

Task Menus

Common Tasks

Common Tasks

i Print

=7 SendTo ==

&) Help

The Common Tasks menu on the AMS Analytics - Assets page contains the
following links:

e Print: Displays the Preview window, where you can view the query
results as they will appear after you print them, modify the layout of the
query results, and then print the results.

« Send To: Displays a submenu with options that let you send a link to the
current page to your desktop (create shortcut), an email recipient, or a
Home Page.

« Help: Displays the context-sensitive Help topic for the AMS Analytics -
Assets page.

Other Tasks

Other Tasks

=) Export to File
=8  Export bo Dataset
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The Other Tasks menu on the AMS Analytics - Assets page contains the
following links:

o Export to File: Displays the Query Results Export Wizard, which you
can use to export the query results to a Microsoft Excel, text, or XML
file.

o Export to Dataset: Displays the Save dataset dialog box, where you can
save the query results as a dataset to a folder in the Catalog.

AMS Analytics - Active Alerts Page

Accessing the AMS Analytics - Active Alerts Page

The AMS Analytics - Active Alerts page lets you view a summary of the
information stored in the AMS Asset Alert records that exist for the AMS Asset
records in the Meridium APM database. You can use the AMS Analytics - Active
Alerts page to determine the types of alerts that have been created for an AMS
Asset record that is linked to an AMS Asset Folder record.

To access the AMS Analytics - Active Alerts page:
e On the AMS Analytics Start Page, click the View Asset Alerts link.

The AMS Analytics - Active Alerts page appears.
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@ Meridium APM Framework - AMS Analytics - Active Alerts E’E

File Edit GoTe Tools Help

# Back ~  Forward - # My Start Page = i New / Search I Catalog % Query~ [ Report~ I7% Graph~ 82| Dataset ~ &M Dashboard +

o
meridium
m AMS Analytics - Active Alerts
‘Commeon Tasks 9
Q orint [EiE3| AMS Analytics | Date/Time {EST) | Name | Criticality | Sewverity | Description =
D sendT [l FUNCTION LOCATION ljzuusﬂg—zs 09:08:17] Oil Mach 1 MAINTENANCE  Tribology {Oil) Parameter Name has exceeded alert levels
E. end To »>
[l | Mach Manager (CIS) | | 2006-03-19 03:18:17 Oil Mach 4 MAINTEMANCE Tribology (Oil) Parameter Name has exceeded alert levels
Hel
9 Hep )| Performance Monitor || 2006-03-1902:5%:46 Machine 1 NEVER SET  Tribology {Oil) Parameter Name has exceeded alert levels | _
| 2006-03-1208:04:57 Oil Mach 2 MAINTENANCE  Tribology {Oil) Parameter Name has exceeded alert levels
Other Tas|
L 2004-12-27 11:00:06 Qil Mach 3 NEVER SET Tribolegy (Qil) Parameter Name has exceeded alert levels
=) Export to File || 2002:07-25 14:23:12 Mir Pmp 1 ADVISORY Corrective Alignment Alignment Job failed |
8  Export to Dataset || 2002-06-25 17:32:41 UNIT 38 MATNTENANCE  Online Vibration Other
L 2002-08-25 17:32:40 UNIT 30 MAINTENANCE Online Vibration Other
Havigation & || 2002-06-25 17:32:38 UNIT 31 MAINTENANCE  Online Vibration Other
Assets | 2002-06-25 17:32:33 UNIT 34 MAINTEMANCE Online Vibration Other
- || 2002-06-25 17:32:33 UNIT 37 MAINTENANCE  Online Vibration Other
| | 2002-06-25 17:27:15 UNIT 37 MATNTENANCE  Online Vibration Gross Scan RMS exceeded alert level
Events
L 2002-08-25 17:18:38 UNIT 30 MAINTENANCE | Online Vibration Gross Scan RMS exceeded alert level
Dasnbozrd | |2002-06-25 16:43:10 LNIT 38 MAINTENANCE Online Vibration Gross Scan RMS exceeded alert level
| 2002-06-25 16:25:26 UNIT 30 MAINTEMANCE Online Vibration Gross Scan DC exceeded alert level
Associated Pages 2] |
|| 2002-06-25 15:41:26 UNIT 34 MAINTENANCE  Online Vibration Gross Scan RMS exceeded alert level -
4 u | [
Page: of 1 4irecords found «xFirst  «Previous Next» L Pageﬂze:

Aspects of the AMS Analytics - Active Alerts Page

The AMS Analytics - Active Alerts page contains the following items:

AMS Analytics - <Caption> text: The text AMS Analytics - <Caption>
appears at the top of the page, where <Caption> is the Catalog caption
of the Active Alerts query.

The left pane: Contains a tree containing nodes representing records.

Query results section: Displays results for the Active Alerts query based
on your selection in the tree. You can click the hyperlinked Record ID of
a given AMS Asset Alert record or AMS Asset record to view the contents
of the record in the Record Manager.

Below the Active Alerts query results are options that you can use to
navigate the query results.

Task menu pane: Contains task menus that you can use to perform tasks
related to the AMS Analytics - Active Alerts page. The following task
menus appear on the AMS Analytics - Active Alerts page:

=  Common Tasks menu

= Other Tasks menu
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= Navigation menu
= Associated Pages menu

You can resize the left pane and the query results section by clicking the
divider and dragging it to the desired width. As one section grows narrower,
the other section grows wider.

About the Active Alerts Query

The Active Alerts query is stored in the Catalog folder \\Public\Meridium
APM\Modules\AMS Asset Portal\Queries and appears in the query results
section on the AMS Analytics - Active Alerts page. The Active Alerts query
results contains a summary of all the AMS Asset Alert records that are linked to
AMS Asset records in an AMS Analytics data source. The results that appear
depend on the node that is currently selected in the tree. Each row in the
query results represents one AMS Asset Alert record.

You can use the Active Alerts query to:

o View a list of AMS Asset Alert records that exist in a given AMS Analytics
data source.

e View the corresponding AMS Asset record to which the AMS Asset Alert
record is linked.

o Determine the health of the equipment and locations for which the AMS
Asset Alert records exist.

e Open an AMS Asset or AMS Asset Alert record and view its contents in the
Record Manager.

For each AMS Asset Alert record that appears in the query results, the following
fields from the AMS Asset Alert record are displayed:

e Date/Time
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Note: In the Active Alerts query, the Date/Time column is configured to
include the time zone of the Meridium APM Application Server. When
you access the AMS Analytics - Active Alerts page, a label will appear
to the right of the Date/Time column header to identify the time zone
of the Application Server. The time zone label will not appear if you run
the query outside of AMS Analytics.

e Severity
e Description

For each AMS Asset Alert record that appears in the query results, the following
fields from the AMS Asset record to which the AMS Asset Alert record is linked

are displayed:

« Name
e Criticality
e Model

¢ Manufacturer

Both the Date/Time and Name columns contain hyperlinks that provide you
with access to the associated records.

Task Menus

Common Tasks

Common Tasks

iz Prink
=7 gend To =
&) Help

The Common Tasks menu on the AMS Analytics - Active Alerts page contains
the following links:
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e Print: Displays the Preview window, where you can view the query
results as they will appear after you print them, modify the layout of the
guery results, and then print the results.

e Send To: Displays a submenu with options that let you send a link to the
current page to your desktop (create shortcut), an email recipient, or a
Home Page.

« Help: Displays the context-sensitive Help topic for the AMS Analytics -
Active Alerts page.

Other Tasks

Other Tasks

=) Export to File
=8  Export bo Dataset

The Other Tasks menu on the AMS Analytics - Active Alerts page contains the
following links:

« Export to File: Displays the Query Results Export Wizard that you can
use to export the query results to a Microsoft Excel, text, or XML file.

o Export to Dataset: Displays the Save dataset dialog box, where you can
save the query results as a dataset to a folder in the Catalog.

AMS Analytics - Events Page

Accessing the AMS Analytics - Events Page

The AMS Analytics - Events page lets you view a summary of the information
stored in the AMS Asset Event records that exist for AMS Asset records in the
Meridium APM database. You can use the AMS Analytics - Events page to
determine the types of events that have been created for an AMS Asset record
that is linked to an AMS Asset Folder record.
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To access the AMS Analytics - Events page:

On the AMS Analytics Start Page, click the View Asset Events link.

The AMS Analytics - Events page appears.

@ Meridium APM Framework - AMS Analytics - Events
# Ba v age - -
d
meridium * AMS Analytics - Events
C Tasl
5 [EE AMS Analytics _| Date/mime €sT) | Name [ Type | Description | Severity | ‘;
S sendToss [l Device Manager ¥ 2DU202-1309:59:05 2070 Configuration Change | Field change
[ Performance Manager | |me0zisosmu 2o Alert Active Field device malfuncion G
@J ke m Meridium Refining Location Structure \_‘w TT-207W Alert Active Sensor 1 Failure Abnormal
Other Tasks u 2012-02-12 21:49:47 05/02/2011 Alert Inactive Device Not Responding Abnormal |
(e EEE ST PT-305 Alert Active Configuration Changed | Advisory
=¥ Export toFile | |mizgz 21em PT-305 Alert Inactive Device Not Responding  Abnermal
Q’ Export to Dataset u 2012-02-12 21:49:47 I7-102 Alert Active Configuration changed | Advisory
u 2012-02-12 21:45:47 1T-102 Alert Inactive Device Not Responding  Abnormal
Havigation | |i202-10 01143047 TT-207W Alert Inactive Device Not Responding | Abnormal
Assets | |mizgzieaise odmmon Alert Inactive Device Not Responding  Abnarmal
Alerts u 2012-01-05 14:55:59 04/27/2011 Alert Active Device Not Responding | Abnormal
= Events _|2012-01-05 14:55:56 TT-102 Alert Active Device Not Responding  Abnormal
u 2012-01-05 14:55:53 05, 2011 Alert Active Device Not Responding Abnormal
Dashboard | |2012:01:05 14:55:50 PT-305 Alert Active Device Not Responding  Abnarmal
u 2012-01-05 14:55:47 Tr-207w Alert Active Device Not Respanding  Abnormal
fasocaindhaoes \_‘1011’]2’19 16:30:31 04/27/2011 Alert Active Device Not Responding  Abnormal
u 2011-12-19 16:30:28 1T-102 Alert Active Device Not Responding | Abnormal
u 2011-12-19 16:30:25 05/02/2011 Alert Active Device Not Responding Abnormal
| |maizs 163020 PT-305 Alert Active Device Not Responding  Abnormal
u 2011-12-19 16:30:19 TT-207W Alert Active Device Not Responding | Abnormal
u 2011-12-19 16:04:57 04/27/2011 Alert Active Device Not Responding | Abnormal P |
4 »
Page: Display record count «xFirst  «Previous Nexts Pagesize 100

Aspects of the AMS Analytics - Events Page

The AMS Analytics - Events page contains the following items:

AMS Analytics - <Caption> text: The text AMS Analytics - <Caption>
appears at the top of the page, where <Caption> is the Catalog caption
of the Events query.

The left pane: Contains a tree containing nodes representing records.

Query results section: Displays the results of the Events query based on
your selection in the tree. You can click the hyperlinked Record ID of an
AMS Event record to view the contents of the record in the Record
Manager.

Below the Events query results are options that you can use to navigate
the query results.
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e Task Menu pane: Contains task menus that you can use to perform tasks
related to the AMS Analytics - Events page. The following task menus
appear on the AMS Analytics - Events page:

=  Common Tasks menu

= Other Tasks menu

= Navigation menu

= Associated Pages menu

You can resize the left pane and the Events query results section by clicking
the divider and dragging it to the desired width. As one section grows
narrower, the other section grows wider.

About the Events Query

The Events query is stored in the Catalog folder \\Public\Meridium
APM\Modules\AMS Asset Portal\Queries and is used to display results on the AMS
Analytics - Events page. The Events query results display information that is
stored in the AMS Asset Event records for a given AMS Analytics data source.
The results that appear depend upon the node that is currently selected in the
tree. Each row in the query results represents one AMS Asset Event record. For
each AMS Asset Event record that appears in the query results, the following
fields are displayed:

e Date/Time

Note: In the Events query, the Date/Time column is configured to
include the time zone of the Meridium APM Application Server. When
you access the AMS Analytics - Events page, a label will appear to the
right of the Date/Time column header to identify the time zone of the
Application Server. The time zone label will not appear if you run the
query outside of AMS Analytics.

° Type
e Description

e Severity
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Additionally, the Name column is displayed and contains the value that appears
in the Name field in the AMS Asset record to which the AMS Asset Event record
is linked.

Both the Date/Time and Name columns contain hyperlinks that provide you
with access to the associated records.

Task Menus

Common Tasks

Common Tasks

i Print

=7 SendTo ==

&) Help

The Common Tasks menu on the AMS Analytics - Events page contains the
following links:

e Print: Displays the Preview window, where you can view the query
results as they will appear after you print them, modify the layout of the
query results, and then print the results.

« Send To: Displays a submenu with options that let you send a link to the
current page to your desktop (create shortcut), an email recipient, or a
Home Page.

« Help: Displays the context-sensitive Help topic for the AMS Analytics -
Events page.

Other Tasks

Other Tasks

=) Export to File
=8  Export bo Dataset

83



Meridium APM AMS Analytics V3.6.0.0.0

The Other Tasks menu on the AMS Analytics - Events page contains the
following links:

o Export to File: Displays the Query Results Export Wizard that you can
use to export the query results to a Microsoft Excel, text, or XML file.

o Export to Dataset: Displays the Save dataset dialog box, where you can
save the query results as a dataset to a folder in the Catalog.

Working with AMS Asset
Recommendation Records

Accessing a List of AMS Asset Recommendation
Records

AMS Asset Recommendation records store information about recommendations
for actions that should be taken based upon the Asset Alert or AMS Asset Event
records that have been linked to an AMS Asset record.

The following instructions provide details on accessing Recommendation
Management from the AMS Analytics Start Page.

To access a list of AMS Asset Recommendation Records:

e On the AMS Analytics Start Page, click the View Asset
Recommendations link.

The Recommendation Management page appears, displaying the results
of the Available Recommendations query in the AMS Analytics -
Recommendations workspace, as shown in the following image.
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About the Available Recommendations Query

The Available Recommendations query is stored in the Catalog folder
\\Public\Meridium APM\Modules\AMS Asset Portal\Queries and is used to
display results in the AMS Analytics - Recommendations workspace on the
Recommendation Management page when you access Recommendation
Management via a link on the AMS Analytics Start Page. The query results
contain a list of all the existing AMS Asset Recommendation records. Each row
in the query represents one AMS Asset Recommendation record.

For each AMS Asset Recommendation record that appears in the query results,

the following fields are displayed:
e« Recommendation ID
e« Recommendation Headline
e« Recommendation Priority
e AssetID
e Functional Location ID

e Work Request Reference
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The Recommendation ID appears as a hyperlink that you can click to open the
AMS Asset Recommendation record in the Record Manager.

Below the Available Recommendations query results are options that you can
use to navigate the query results.

Creating AMS Asset Recommendation Records

The following instructions provide details on creating an AMS Asset
Recommendation record via a link on the Associated Pages menu in the Record
Manager. When you create an AMS Asset Recommendation record in this way,
you can simultaneously create a Notification in SAP.

To create an AMS Asset Recommendation record:

1. Open the AMS Asset Alert or AMS Asset Event record that is linked to the
AMS Asset record for which you want to create the AMS Asset
Recommendation record.

The record appears in the Record Manager.

2. On the Associated Pages menu, click the Generate Work Notification
link.

A new AMS Asset Recommendation record appears.
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REC-761 (new AMS Aszet Recommendation) =

REC-761 (new AMS Asset Recommendation)

Datasheet AMS Asset Recommendation |Z|

Recommendation Details |

Recommendation ID: REC-7851

Recommendation Headline: Device identified

Recommendation Description:

Recommendation Priority:

Asset ID:

Technical Mumber:

Functional Location ID:

Create Work Request?: ]

Work Regquest Reference:

Waork Request Equipment:

Waork Request Functional Location:

Target Completion Date: |z|

Note: Certain fields on the datasheet are populated automatically with
data from the corresponding fields in the AMS Asset Alert and AMS Asset
Event record that is currently selected. In addition, if the AMS Asset
record is linked to an Asset record, the Create Work Request? check
box is selected. The remaining instructions assume that the Create
Work Request? check box is selected.

3. Modify the fields as desired.

4. If you do not want to create a Notification in SAP, clear the Create
Work Request? check box.

5. Click OK.
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The AMS Asset Recommendation record is created. If the Create Work
Request? check box is selected and the required criteria is met, an SAP
Notification or Oracle EBS eAM Work Request is created.

Generating SAP Notifications from AMS
Asset Recommendation Records

You can create an SAP Notification automatically when you create an AMS Asset
Recommendation record via the Generate Work Notification link that appears
on the Associated Pages menu in the Record Manager. For Notifications to be
created automatically, the SAP Interfaces license must be active and the user
creating the AMS Asset Recommendation record must be a member of the MI
SAP Interface User Security Group.

The Generate Work Notification link appears only when you are viewing an
AMS Asset Alert or AMS Asset Event record. When you click the Generate Work
Notification link, the Meridium APM system automatically:

o Creates a new AMS Asset Recommendation record and populates certain
fields with the corresponding value that is stored in the AMS Asset Alert
or AMS Asset Event record that is currently selected.

If you create an AMS Asset Recommendation from an AMS Asset Event
record and the AMS Analytics data source is AMS Suite: Machinery
Health Manager:

= The value in the Type field in the AMS Asset Event record is used
to populate the Recommendation Headline field in the AMS Asset
Recommendation record.

= The value in the Recommended Actions field in the AMS Asset
Event record is used to populate the Recommendation Description
field in the AMS Asset Recommendation record.

If you create an AMS Asset Recommendation from an AMS Asset Event
record and the AMS Analytics data source is anything other than AMS
Suite: Machinery Health Manager:
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= The value in the Description field in the AMS Asset Event record is
used to populate the Recommendation Headline field in the AMS
Asset Recommendation record.

= The value in the Recommendation Description field in the AMS
Asset Recommendation record is not populated.

Note: The AMS Analytics data source is determined by the value in the
URL field in the corresponding AMS Asset Data Source record. If the
value ends with csidataprovider.asmx, the data source is assumed to be
AMS Suite: Machinery Health Manager. All other URLs are treated as
other AMS Analytics data sources.

o Selects the Create Work Request? check box, provided that the AMS
Asset record is linked to an Equipment or Functional Location record.

e Links the AMS Asset Recommendation record to the AMS Asset Alert or
AMS Asset Event family of the record that is currently selected (through
the Has Recommendations relationship).

e Links the AMS Asset Recommendation record to the AMS Asset record
that is linked to the selected AMS Asset Alert or AMS Asset Event record
(through the Has Recommendations relationship).

o Links the AMS Asset Recommendation record to the Asset record that is
linked to the AMS Asset record (through the Has Recommendations
relationship).

After you save the AMS Asset Recommendation record, the Notification is
automatically created in SAP. For more information in the SAP Interfaces
module, click here.

Generating Oracle EBS eAM Work
Requests from AMS Asset
Recommendation Records

You can create an Oracle EBS eAM Work Request automatically when you
create an AMS Asset Recommendation record via the Generate Work
Notification link that appears on the Associated Pages menu in the Record
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Manager. For Work Requests to be created automatically, the Oracle EBS eAM
Interfaces license must be active and the user creating the AMS Asset
Recommendation record must be a member of the MI CMMS Interface User
Security Group.

The Generate Work Notification link appears only when you are viewing an
AMS Asset Alert or AMS Asset Event record. When you click the Generate Work
Notification link, the Meridium APM system automatically:

90

Creates a new AMS Asset Recommendation record and populates certain
fields with the corresponding value that is stored in the AMS Asset Alert
or AMS Asset Event record that is currently selected.

If you create an AMS Asset Recommendation from an AMS Asset Event
record and the AMS Analytics data source is AMS Suite: Machinery
Health Manager:

If you

The value in the Type field in the AMS Asset Event record is used
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Recommendation record.

The value in the Recommended Actions field in the AMS Asset
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o Selects the Create Work Request? check box, provided that the AMS
Asset record is linked to an Equipment or Functional Location record.

e Links the AMS Asset Recommendation record to the AMS Asset Alert or
AMS Asset Event family of the record that is currently selected (through
the Has Recommendations relationship).

o Links the AMS Asset Recommendation record to the AMS Asset record
that is linked to the selected AMS Asset Alert or AMS Asset Event record
(through the Has Recommendations relationship).

o Links the AMS Asset Recommendation record to the Asset record that is
linked to the AMS Asset record (through the Has Recommendations
relationship).

After you save the AMS Asset Recommendation record, the Work Request is
automatically created in Oracle EBS eAM. For more information in the Oracle
EBS eAM Interfaces, click here.

Overview of the AMS Analytics -
Dashboard Page

Accessing the AMS Analytics - Dashboard Page

The AMS Analytics - Dashboard page lets you view graphs that contain a
summary of various information in the AMS Asset, AMS Asset Alert, and AMS
Asset Event records that exist in the Meridium APM database. You can use the
AMS Analytics - Dashboard page to view the graphs that are stored in the
Dashboard Catalog folder to determine the overall health of the equipment and
locations in your facility.

To access the AMS Analytics - Dashboard Page:
« On the AMS Analytics Start Page, click the View Dashboard link.

The AMS Analytics - Dashboard page appears.
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=
@ Meridium APM Framework - AMS Analytics - Dashboard

pﬁ AMS Analytics - Dashboard

[EI | AMs Analytics
[ Device Manager
-[|] Performance Manager
-[|] Meridium Refining Locati...

Active Alerts by Asset Criticality Active Alerts by Duration
2
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Aspects of the AMS Analytics - Dashboard Page

The AMS Analytics - Dashboard page contains the following items:
e Task menu pane: Contains the following task menus:
= Common Tasks menu
= Navigation menu
e The left pane: Contains a tree containing nodes representing records.
e Graph Workspace: Contains the following features:

= Composite Health Index text box: Displays the composite health
index value that exists in the Health Index field in the selected
AMS Asset Folder record. This field appears only when an AMS
Asset Folder node is selected in the tree. This field is always
disabled and is color-coded according to the value that appears in
the text box.

Note: If a composite health index value is not available for the
selected record, this text box is grayed out.
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= Graph quadrants: Display one graph each that is stored in the
Catalog folder \\Public\Meridium APM\Modules\AMS Asset
Portal\Dashboard. The first four graphs that appear in the
Dashboard Catalog folder are displayed by default, but you can
choose to display different graphs if you wish.

Each quadrant contains the following items:

o Graph: Displays the information that it is configured to
display, based upon the underlying query and the record
that is currently selected in the tree. At the bottom of
each graph, the number of AMS Asset Alert, AMS Asset
Event, or AMS Asset records whose data are included in the
graph is displayed in the format <Record type>: <number
of records>, where <Record Type> can be:

o Alert (for AMS Asset Alert records)
o Event (for AMS Asset Event records)
e Asset (for AMS Asset records).

o Graph list: Displays the captions of all the graphs that exist
in the Dashboard Catalog folder.

o) Elbutton: Displays the currently selected graph on the
AMS Analytics - <ID> page.

Using the graph workspace, you can:
« View data for a different data source.
e View a graph other than the one that is currently displayed.
o View a single graph on the AMS Analytics - <ID> page.

e View the underlying query for any graph.
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Note: While the standard graph options that let you modify the
appearance of the graph are available in the graph workspace,
any changes you make to the graphs on the AMS Analytics -
Dashboard page will not be saved. The next time that you view
the graph, the default layout will appear. Additionally, the
standard graph options that appear may not represent all the
graph options that are available on the Graph Viewer page.

Common Tasks

Common Tasks

=7 Send To ==
€ Help

The Common Tasks menu on the AMS Analytics - Dashboard page contains the
following options:

e Send To: Displays a submenu with options that let you send a link to the
current page to your desktop (create shortcut), an email recipient, or a
Home Page.

o Help: Displays the context-sensitive Help topic for the AMS Analytics -
Dashboard page.

Changing the Graph Selection

The following instructions provide details on viewing a graph other than the
one that is currently displayed in a quadrant on the AMS Analytics - Dashboard
page.

To change the graph selection:

1. In the graph workspace, in the quadrant where you want to view a
different graph, click the down arrow to the right of the graph list.

The graph list appears, displaying the Catalog captions of the available
graphs.
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2. Click the caption of the desired graph.

The quadrant is refreshed, and the selected graph appears.

Overview of the AMS Analytics - <ID>

Page

Viewing a Single Graph

The following instructions provide details on viewing a single graph on the AMS
Analytics - <ID> page, where <ID> is the name of the graph that is displayed.
You can use these instructions to access the AMS Analytics - <ID> page.

To view a single graph:

1. Access the AMS Analytics - Dashboard page.
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2. In the quadrant containing the graph that you want to view by itself, to
the right of the graph list, click the EI button.

The AMS Analytics - <ID> page appears, displaying the selected graph.

P
@ Meridium APM Framework - AMS Analytics - Active Alerts by Asset Criticality =
3y Jools Help

# Catalog B Query~ [ Report~ If¥ Graph~ s Dataset~ &8 Dashboard ~

meridium

)ﬁ AMS Analytics - Active Alerts by Asset Criticality

EE] s analyses mah-[H-AEPIE | EEER T &

)| pevice Manager
o Active Alerts by Asset Criticality
[E} @ Performance Manager 2

[l Meridium Refining Location Structure

2

Other Tasks 9

Associated Pages ]

If you are viewing a single graph on the AMS Analytics - <ID> page and you
want to view a different graph, you will need to navigate back to the AMS
Analytics - Dashboard page, change the graph selection, and then open that
graph on the AMS Analytics - <ID> page.

Aspects of the AMS Analytics - <ID> Page

The AMS Analytics - <ID> page can be accessed by opening a single graph via
the AMS Analytics - Dashboard page, where <ID> is the name of the graph as it
appears in the Catalog. You can use the AMS Analytics - <ID> page to work
with an individual graph that is stored in the Catalog folder \\Public\Meridium
APM\Modules\AMS Asset Portal\Dashboard.

The AMS Analytics - <ID> page contains the following items:

e Task Menu pane: Contains task menus that contain options that you can
use to perform tasks related to the AMS Analytics - <ID> page. The
following task menus appear on the AMS Analytics - <ID> page:
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=  Common Tasks menu
= Other Tasks menu
= Associated Pages menu
e The left pane: Contains a tree containing nodes representing records.

o Graph workspace: Displays a single graph that was opened via the AMS
Analytics - Dashboard page.

Using the graph workspace, you can:

View data for a different data source.

= View a graph other than the one that is currently displayed.
= View the underlying query.

= Modify the graphs using standard graph options.

Note: If you make changes to the graph on the AMS Analytics -
<ID> page, when you navigate away from the page, you will be
prompted to save those changes. If you choose to save the
changes, your changes will be saved to the graph provided that
you have update permissions to the Dashboard Catalog folder.
Additionally, the standard graph options that are available in the
graph workspace may not represent all the graph options that are
available on the Graph Viewer page.

Task Menus

Common Tasks

Common Tasks

iz Prink
=7 gend To =
&) Help
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The Common Tasks menu on the AMS Analytics - <ID> page contains the
following links:

« Print: Displays the Print dialog box, where you can specify printer
settings and then print the results.

e Send To: Displays a submenu with options that let you send a link to the
current page to your desktop (create shortcut), an email recipient, or a
Home Page.

« Help: Displays the context-sensitive Help topic for the AMS Analytics -
<ID> page.

Other Tasks

Other Tasks ¥

=) Export Graph

The Other Tasks menu on the AMS Analytics - <ID> page contains the following
links:

« Export Graph: Displays the Export Graph to File dialog box, where you
can specify the location on your computer and file type to which you
want to save the graph, and then export the graph.

Exporting Graphs

The following instructions provide details on exporting a graph to a file on your
computer via the AMS Analytics - <ID> page.

To export a graph to a file on your computer:
1. Open the desired graph on the AMS Analytics - <ID> page.
2. On the Other Tasks menu, click the Export Graph link.
The Export Graph to File dialog box appears.

3. Navigate to the desired location.
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4. In the File name text box, type a name for the file.

5. In the Save as type list, select the file type that you want to use. You
can save a graph as:

« Bitmap File (*.BMP): Saves the graph as a bitmap image.

e Windows Metafile (*.WMF): Saves the graph as a Windows
metafile image.

o Text File (*.TXT): Saves the data in the graph as a text file.
6. Click the Save button.
The graph is saved to the selected locations.

Note: When you export a graph to a text file, the x-axis label does not
appear in the text file. You will need to add the label manually.

Overview of the AMS Analytics Summary
Reports Page

Accessing the AMS Analytics - Summary Reports Page

The AMS Analytics - Summary Reports page lets you view a list of graphs,
gueries, and reports that are stored in the following Catalog folders:

e \\Public\Meridium APM\Modules\AMS Asset Portal\Summary Reports
e \\Personal\<User ID>\AMS Asset Portal\Summary Reports

From this page, you can also open an item to view its contents in the tool that
is used to display that item. For example, if you open a report from the AMS
Analytics - Summary Reports page, the contents of the report will appear on
the Report Viewer page.
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To access the AMS Analytics - Summary Reports page:

e On the AMS Analytics Start Page, click the View Summary Reports link.

The AMS Analytics - Summary Reports page appears.

‘Common Tasks

‘ ‘ Caption | Description
\LEACHVE Alert Breakdown i Graph of Assets with Active Alerts grouped by Severity

<7 sendTo =

@

Help

Alert Trend Graph of Alert counts over a selected period of time
u Assets by Data Source Graph of Assets grouped by the Data Source
u Degraded Asset Report A list of AMS Asset records with the highest criticality values.
u Event Description Breakdown Report A list of event counts by description for a selected type and period of time
u Event Trend Dail Graph of event counts over past 10 days from a selected date
u Event Trend Monthl Graph of event counts over past 12 months from selected date
u Plant Health Report A list of the Assets with the highest criticality value (and a health value n...
u Problematic Assets A list of Assets with high criticality and low health values.

1 »
Record 1 of 9

Aspects of the AMS Analytics - Summary Reports Page

The AMS Analytics - Summary Reports page contains the following items:

e« Summary Reports list: A grid that displays a list of Catalog items that
are stored in the Summary Reports Catalog folder. Each row in the grid
represents one Catalog item. For each item that appears in the list, the
following information appears:

= Caption: The caption of the item as it appears in the Catalog. The
caption of the item appears as a hyperlink, which you can click to
open the item.

= Description: The description of the item as it appears in the
Catalog.
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You can use standard grid functionality to modify the appearance of the
grid.

e Task menu pane: Contains one task menu, Common Tasks.

Common Tasks Menu

Common Tasks

=7 SendTo ==

&) Help

The Common Tasks menu on the AMS Analytics - Summary Reports page
contains the following links:

e Send To: Displays a submenu with options that let you send a link to the
current page to your desktop (create shortcut), an email recipient, or a
Home Page.

e Help: Displays the context-sensitive Help topic for the AMS Analytics -
Summary Reports page.

Opening Catalog Items from the AMS Analytics -
Summary Reports Page

To open a Catalog Item from the AMS Analytics - Summary Reports page:
1. On the AMS Analytics Start Page, click the View Summary Reports link.
The AMS Analytics - Summary Reports page appears.

2. In the Summary Reports list, locate the Catalog item that you want to
open.

3. In the Caption cell, click the hyperlinked caption of the item.
The selected Catalog item appears on the:

e Report Viewer page, if you are viewing a report.
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e Query Builder page, if you are viewing a query.
e Graph Viewer page, if you are viewing a graph.

Opening AMS Asset Records from the Active Alert
Breakdown Graph

Unlike the other graphs in AMS Analytics that let you view their underlying
query, the Active Alert Breakdown graph lets you open an AMS Asset record
from the graph and view its contents in the Record Manager.

To open an AMS Asset record from the graph Active Alert Breakdown:
1. Open the graph Active Alert Breakdown.

The graph appears on the Graph Viewer - Active Alert Breakdown
page.

merii:iium RS E- M REPSFEEER D K

Active Alert Breakdown

ff1| Graph Tasks &

Machine 12
Refresh Graph

Export Graph
Go to Query/Dataset

View Properties

E e &8s

Machine 15
Alter Configuration

Common Tasks &

@ Mew Graph
@ Open Graph
Save Graph

AMS Asset Mame

Machine 7

Save As

Delete Graph
RC-1808
Print Graph

Send To =

@y XYT

Help ] 1

Count
- S A

2. Point to the series in the graph that represents the AMS Asset record
whose contents you want to view.
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Your cursor appears as a hand, the series to which you are pointing is
highlighted, and all the other series are grayed out, as shown in the

following image.

RS k- RECSFEEER D K
Active Alert Breakdown

Machine 12

Machine 15+

AMS Asset Mame

Machine 7 -

RC-1806

Count

M 20vIS0oRY

3. Click the highlighted series.

The selected AMS Asset record appears in the Record Manager, where
you can view all the families that are currently related to that record.

The Plant Health Report

The query Plant Health Report is stored in the Catalog folder
\\Public\Meridium\Modules\AMS Asset Portal\Summary Reports. You can access
this query via the AMS Analytics - Summary Reports page. The query Plant
Health Report contains the following columns:

e Plant: Contains the name of the plant that appears as the first level
node (below the AMS Asset Data Source node) in the tree.
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Composite Health: Contains the composite health index value for all the
AMS Asset records that appear below the plant level node in the tree.

Critical Asset: Contains the number of AMS Asset records that contain a
health index value that is lower than 100.

Critical Asset Type: Contains the value that appears in the Type field of
the AMS Asset record with the highest criticality value.

Total Assets: Contains the total number of AMS Asset records that
appear below the plant level node in the tree.

Monitored Assets: Contains the total number of AMS Asset records that
contain a health index and criticality value.

Degraded Assets: Contains the total number of AMS Asset records with a
health index value that is lower than 100.

Viewing Detailed Reports

About Viewing Detailed Reports

Detailed reports are stored in the Device Manager, Machinery Manager,
Performance Advisor, and Performance Monitor Catalog folders that exist as
subfolders in the Catalog folder \\Public\Meridium APM\Modules\AMS Asset
Portal\Detail Reports. Each subfolder contains the following Detailed reports
that are configured to display information about records stored only in that
AMS Analytics data source:
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Alert Details Report: Displays information about an AMS Asset Alert
record.

Asset Details Report: Displays information about an AMS Asset record.

Event Details Report: Displays information about an AMS Asset Event
record.

Note: An Event Details Report does not exist for the AMS Performance
Advisor data source.
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You can open these reports via a link on the Associated Pages menu in the
Record Manager when you are viewing an AMS Asset, AMS Asset Alert, or AMS
Asset Event record.

The information that appears in the report comes from the values that are
stored in the record in the Meridium APM database and additional information
for the record that exists only in the AMS Analytics data source about an AMS
Asset, AMS Asset Alert, or AMS Asset Event record. When you open a Detailed
report, the Meridium APM system uses the Entity Key of the selected record to:

e Pull information that is stored in the Meridium APM database about the
selected record.

« Identify the AMS Analytics data source from which the record originated
and then use the parameters on the Detail Report Details tab in the
associated AMS Asset Data Source record to:

= Pull additional information about the selected record directly
from the data source.

= Convert the external data into the format used to display the
information in a SQL Server Reporting Services report.

Note: If no additional data exists in the AMS Analytics data source about a
record, the report will display only the data that exists in the Meridium APM
database.

Opening Detailed Reports

To open a Detailed report:

1. Open the desired AMS Asset, AMS Asset Alert, or AMS Asset Event record
in the Record Manager.

The record appears in the Record Manager as the root node in the record
hierarchy.

2. On the Associated Pages menu, click the Detail Report link.
The following report appears in the Report Viewer depending on record

that you selected:
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e Asset Details Report, for AMS Asset records.
e Alert Details Report, for AMS Asset Alert records.

o Event Details Report, for AMS Asset Event records.

Interpreting Query Colors

Certain fields in AMS Asset, AMS Asset Alert, and AMS Asset Event records have
format rules that cause them to be color-coded based upon their values. These
fields are included in some of the queries that appear throughout AMS
Analytics. When you run one of these items, cells in the query results are color-
coded according to the format rule. This topic provides information on how to
interpret the colors that you see in query results.

The following fields will be color-coded in query results:

o Health Index: The following table shows the color associated with each
health index range and what it indicates about the health of the piece of
equipment or location.

This health index Corresponds to this Indicating that the
range... color... health is...
0-19 Red Poor
20-79 Yellow Moderate
80-99 Purple Good
100 Green Perfect

o Severity: The following table shows the possible severity levels and their
corresponding color.

This color... Corresponds to this severity

level...

Yellow Maintenance
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This color... Corresponds to this severity

level...

Purple Advisory

Abnormal

Orange Expired

Red Communication Failure

Failed

White/No fill Default

Not defined

Viewing a Graph's Underlying Query

The following instructions provide details on viewing the query results that
support a given series in a graph that appears on the AMS Analytics -
Dashboard or AMS Analytics - <ID> page. For example, if you are viewing the
Active Alerts by Asset Criticality graph, you can click the 0-10 column to view
the query results that display the list of records that are included in that
measurement.

To view a graph's underlying query:
1. Access the graph whose underlying query you want to view.

The graph appears on the AMS Analytics - Dashboard page or the AMS
Analytics - <ID> page.

2. Locate the chart box area on the graph (i.e., the area that corresponds
to the values being measured). When you point to an individual measure
in the graph, all other measures will become grayed out, indicating that
area to which you are currently pointing is the area whose underlying
query results will appear.
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Active Alerts by Sevarity

Alert Count
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3. Click the series whose underlying query results you want to view.

The results of the underlying query for the selected graph appear in the
Query Builder.

Opening Records from Query Results

You can open a record from query results and view its contents in the Record
Manager. Via the Record Manager, you can:

« View all the families containing records that are currently linked to the
root record.

e View all the families that are related to the family of the root record.
e Link existing records to the root record.
e Generate a Work Notification in SAP.

e Create an AMS Asset Recommendation record to link to an AMS Asset
record.

e View the Detail report for the family of the selected record.
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To open a record in the Record Manager:

1. In the query results, locate the row containing the record that you want
to open.

2. In the cell containing the hyperlinked Record ID for the record, click the
hyperlinked Record ID.

The selected record appears in the Record Manager.
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Associated Pages

AMS Asset Associated Pages

The following Associated Pages are configured by default for the AMS Asset

family.

Note: To see the underlying URL for each Associated Page, you can use the URL
Manager application.

Caption Description

Detail Displays on the Report Viewer page the Detailed report for the
Report selected AMS Asset record.
by Severity Displays on the Graph Viewer page the graph Alert Trend by Asset
for the selected AMS Asset record. This Associated Page appears on
the Alert Trend submenu.
by Displays on the Graph Viewer page the graph Alert Trend by Asset
Description by Event Description for the selected AMS Asset record.
This Associated Page appears on the Alert Trend submenu.

AMS Asset Alert Associated Pages

The following Associated Pages are configured by default for the AMS Asset

Alert family.

Note: To see the underlying URL for each Associated Page, you can use the URL
Manager application.

Caption

Description

Generate Work
Notification

Displays a new AMS Asset Recommendation record and links
it to the selected AMS Asset Alert record automatically.
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Caption

Description

Detail Report

Displays on the Report Viewer page the Detailed report for
the selected AMS Asset Alert record.

AMS Asset Event Associated Pages

The following Associated Pages are configured by default for the AMS Asset

Event family.

Note: To see the underlying URL for each Associated Page, you can use the URL
Manager application.

Caption Description

Generate Work
Notification

Displays a new AMS Asset Recommendation record and links
it to the selected AMS Asset Event record automatically.

Detail Report

Displays on the Report Viewer page the Detailed report for
the selected AMS Asset Event record.

Catalog Folder Structure

About the AMS Analytics Catalog Folder Structure

AMS Analytics Catalog folders contain queries, graphs, and reports that retrieve
and display various information for AMS Analytics families. The items stored in
these folders appear throughout the AMS Analytics module and display a range
of information stored in AMS Asset, AMS Asset Alert, and AMS Asset Event
records. The Catalog folder \\Public\Meridium APM\Modules\AMS Asset Portal
contains the following subfolders:

o Dashboard: Contains graphs that are used by the AMS Analytics -
Dashboard page to display various information stored in AMS Asset, AMS
Asset Alert, and AMS Asset Event records.

o Detailed Reports: Contains the following subfolders, which contain
reports that display a comprehensive summary of information for an AMS
Asset, AMS Asset Alert, or AMS Asset Event record:
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Device Manager
Machinery Manager
Performance Advisor

Performance Monitor

e Graphs: Contains the Alert Trend by Asset graph.

e Queries: Contains queries that are used throughout AMS Analytics to
display various information stored in AMS Asset, AMS Asset Event, and

AMS Asset Alert records and support the graphs and reports that exist in
the Dashboard and Summary Reports Catalog folders.

« Summary Reports: Contains graphs and queries that you can use to view
various information stored in AMS Asset, AMS Asset Event, and AMS Asset

Alert records.

The topics in this section of the Help system describe the content of each
Catalog folder listed above. You should not modify the names of these Catalog
folders or the names of the items that exist in these folders or move the items
to another Catalog folder.

Dashboard Folder

The Catalog folder \\Public\Meridium\Modules\AMS Asset Portal\Dashboard

contains the graphs that appear on the AMS Analytics - Dashboard page.

The following table provides a summary of the graphs that exist in the

Dashboard folder.

Graph Name

Behavior and Usage

Active Alerts by Asset
Criticality

Displays active AMS Asset Alert records grouped by the
value that appears in the Criticality field of the AMS
Asset records to which the AMS Asset Alert records are
linked.

Active Alerts by
Duration

Displays active AMS Asset Alert records grouped by the
length of time they have been active.
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Graph Name Behavior and Usage
Active Alerts by Displays active AMS Asset Alert records grouped by the
Severity value that appears in the Severity field in the record.
Assets by Criticality Displays AMS Asset records grouped by their criticality

ranking as it appears in the Criticality field in the record.

Assets by Health Displays AMS Asset records grouped by the value that
appears in the Health Index field in the record. The
datapoints on this graph are color-coded based on the
health index value.

Assets by Type Displays AMS Asset records grouped by the value that
appears in the Type field in the record.

Alert Trend Displays AMS Asset Event records grouped by the month
in which the associated event occurred (i.e., using the
values in their Date/Time fields). By default, the graph
displays data for the current month and 90 previous days
(based upon the current date).

Events by Type Displays AMS Asset Event records grouped by the value
that appears in the Type field in the record.

Detailed Reports Folder

The Catalog folder \\Public\Meridium\Modules\AMS Asset Portal\Detailed
Reports contains the reports that appear when you click the Detail Report
link, which appears on the Associated Pages menu in the Record Manager while
you are viewing an AMS Asset, AMS Asset Alert, or AMS Asset Event record.
These reports display a comprehensive summary of information in an AMS
Asset, AMS Asset Alert, or AMS Asset Event record.

If you open these reports from the Catalog folder, you must specify an Entity
Key value before you can view the report. You should not modify the names of
any of the items stored in this folder.

Note: Before you can view these reports, an administrative user must set up
the connection to the AMS Analytics data source from which the report data
will be retrieved.

The following table provides a summary of the items that exist in the Detailed
Reports folder.
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Item Name Behavior and Usage

Device Subfolder that contains the following reports.

Manager

Alert Details Displays all the information that is available for a given AMS Asset
Report Alert record that exists in the AMS Device Manager data source,

including information about records that are linked to the AMS
Asset Alert record.

Asset Details
Report

Displays all the information that is available for a given AMS Asset
record that exists in the AMS Device Manager data source,
including information about records that are linked to the AMS
Asset record.

Event Details

Displays all the information that is available for the specified AMS

Report Asset Event record that exists in the AMS Device Manager data
source, including information about records that are linked to the
AMS Asset Event record.

Machinery Subfolder that contains the following reports.

Manager

Alert Details Displays all the information that is available for a given AMS Asset

Report Alert record that exists in the AMS Machinery Manager data

source, including information about records that are linked to the
AMS Asset Alert record.

Asset Details
Report

Displays all the information that is available for a given AMS Asset
record that exists in the AMS Machinery Manager data source,
including information about records that are linked to the AMS
Asset record.

Event Details

Displays all the information that is available for a given AMS Asset

Report Event record that exists in the AMS Machinery Manager data
source, including information about records that are linked to the
AMS Asset Event record.

Performance Subfolder that contains the following reports.

Advisor

Alert Details Displays all the information that is available for a given AMS Asset

Report Alert record that exists in the AMS Performance Advisor data

source, including information about records that are linked to the
AMS Asset Alert record.

Asset Details

Displays all the information that is available for a given AMS Asset

Report record that exists in the AMS Performance Advisor data source,
including information about records that are linked to the AMS
Asset record.

Performance Subfolder that contains the following reports.

Monitor
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Item Name Behavior and Usage

Alert Details Displays all the information that is available for a given AMS Asset
Report Alert record that exists in the Performance Monitor data source,
including information about records that are linked to the AMS
Asset Alert record. This report displays the information that is
stored only in the Meridium APM database. The Performance
Monitor does not contain additional information about AMS Asset
Alert records that is not already stored in Meridium APM.

Asset Details Displays all the information that is available for a given AMS Asset
Report record that exists in the Performance Monitor data source,
including information about records that are linked to the AMS
Asset record.

Event Details Displays all the information that is available for a given AMS Asset
Report Event record that exists in the Performance Monitor data source,
including information about records that are linked to the AMS
Asset Event record. This report displays the information that is
stored only in the Meridium APM database. The Performance
Monitor does not contain additional information about AMS Asset
Event records that is not already stored in Meridium APM.

Graphs Folder

The Catalog folder \\Public\Meridium\Modules\AMS Asset Portal\Graphs
contains the following graphs.

Graph Name Behavior and Usage
Alert Trend Displays on a line graph the AMS | When you access the Alert
by Asset Asset Event records that are Trend by Asset graph, a prompt
linked to the AMS Asset record appears for the period, date,
that was selected when you and severity values that are
accessed the graph and for stored in AMS Asset Event
which active AMS Asset Alert records. After you specify the
records exist. The AMS Asset period, date, and severity
Event records are categorized parameters in the prompt, the
by the value in the Severity graph displays the AMS Asset
field and organized horizontally Event records that contain the
on the x-axis by the dates on specified values. This graph
which the associated events appears when you click the by
occurred. Severity link on the Alert Trend
submenu from the Associated
Pages menu when you are
viewing an AMS Asset record.
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Graph Name

Behavior and Usage

Alert Trend
by Asset by
Event

Description

Displays on a line graph the AMS
Asset Event records that are
linked to the AMS Asset record
that was selected when you
accessed the graph and for
which active AMS Asset Alert
records exist. The AMS Asset
Event records are categorized
by the value in the Description
field and organized horizontally
on the x-axis by the dates on
which the associated events
occurred.

When you access the Alert
Trend by Asset by Event
Description graph, a prompt
appears for the asset, period,
date, and description values
that are available for AMS Asset
Event records. After you specify
the period, date, and
description parameters in the
prompt, the graph displays the
AMS Asset Event records that
contain the specified values.
This graph appears when you
click the by Description link on
the Alert Trend submenu from
the Associated Pages menu
when you are viewing an AMS

Asset record.

Queries Folder

The Catalog folder \\Public\Meridium\Modules\AMS Asset Portal\Queries
stores queries that are used to support the reports, graphs, and other queries
that appear throughout the AMS Analytics module.

The following table provides a summary of the queries that exist in the Queries

folder.

Item Name

Behavior and Usage

Active Alert Breakdown

Supports the Active Alert Breakdown graph.

Active Alerts

Displays a list of AMS Asset Alert records that
are linked to AMS Asset records. The results of
this query appear when you access the AMS
Analytics - Asset Alerts page from the AMS
Analytics Start Page.

Active Alerts by Asset Criticality

Supports the Active Alerts by Asset Criticality
graph.

Active Alerts by Asset Criticality
List

Supports the Active Alerts by Asset Criticality
graph.

Active Alerts by Duration

Supports the Active Alerts by Duration graph.

117



Meridium APM AMS Analytics V3.6.0.0.0

Item Name

Behavior and Usage

Active Alerts by Duration List

Supports the Active Alerts by Duration graph.

Active Alerts by Severity

Supports the Active Alerts by Severity graph.

Active Alerts by Severity List

Supports the Active Alerts by Severity graph.

Active Tags with Alerts

Supports the Active Alert graphs.

Alert Details

Supports the Alert Details reports.

Alert Rate List

Supports the Alert Trend graph.

Alert Trend

Supports the Alert Trend graph.

Alert Trend by Asset and Event
Description

Supports the Alert Trend by Asset by Event
Description graph.

Alert Trend by Asset by Days by
Event Description

Supports the Alert Trend by Asset by Event
Description graph.

Alert Trend by Asset by Weeks
by Event Description

Supports the Alert Trend by Asset by Event
Description graph.

Alert Trend Alert Data

Supports the Alert Trend query.

Alert Trend Alert Data by Asset

Supports the Alert Trend by Asset graph.

Alert Trend by Asset

Supports the Alert Trend by Asset graph.

Alert Trend by Asset by Days

Supports the Alert Trend by Asset graph.

Alert Trend by Asset by Months

Supports the Alert Trend by Asset graph.

Alert Trend by Asset by Weeks

Supports the Alert Trend by Asset graph.

Alert Trend Data

Supports the Alert Trend query.

Alert Trend Data by Asset

Supports the Alert Trend by Asset graph.

Alert Trend Data by Asset and
Event Description

Supports the Alert Trend by Asset by Event
Description graph.

Alert Trend Data Source Days

Supports the Alert Trend query.

Alert Trend Data Source Months

Supports the Alert Trend query.

Alert Trend Data Source Weeks

Supports the Alert Trend query.

Asset Active Alerts

Displays a list of active AMS Asset Alert records
that are linked to a specified AMS Asset record.

Asset Details

Supports the Asset Details reports.

Asset List with Data Source

Displays the list of ALL AMS Asset records.

AssetKey DayFilter

Supports the Problematic Assets report.
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Item Name

AssetKey HourFilter

Behavior and Usage

Supports the Problematic Assets report.

AssetKey MonthFilter

Supports the Problematic Assets report.

AssetKey WeekFilter

Supports the Problematic Assets report.

Assets

Displays a list of AMS Asset records that are
linked to the record represented by the node
selected in the tree. The results of this query
appear when you access the AMS Analytics -

Assets page from the AMS Analytics Start Page.

Assets by Criticality

Supports the Asset by Criticality graph.

Assets by Data Source

Supports the Assets by Data Source graph.

Assets by Data Source List

Displays a list of AMS Asset records that are
linked to an AMS Asset Folder record.

Assets by Health

Supports the Assets by Criticality graph.

Assets by Type

Supports the Assets by Type graph.

Available Recommendations

Displays a list of all the AMS Asset
Recommendation records that exist in the
Meridium APM database. The results of this
guery appear when you access
Recommendation Management from the AMS
Analytics Start Page.

Day List

Supports various AMS Analytics Catalog items.

Distinct_AssetKey DayFilter

Supports the Problematic Assets report.

Distinct_AssetKey HourFilter

Supports the Problematic Assets report.

Distinct_AssetKey_MonthFilter

Supports the Problematic Assets report.

Distinct_AssetKey WeekFilter

Supports the Problematic Assets report.

Event Breakdown by Asset

Supports the Event Description Breakdown
Report.

Event Breakdown by Asset and
Description

Supports the Event Description Breakdown
Report.
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Item Name

Behavior and Usage

Event Description List by Type

Supports the Event Trend Daily report and the
Event Trend Monthly report.

Event Details

Supports the Event Details Reports.

Event Rate

Supports the Alert Trend graph.

Event Rate Data

Supports the Alert Trend graph.

Event Rate List

Supports the Alert Trend graph.

Event Trend Daily

Supports the Event Trend Daily report. This
query works only on SQL Server databases. If
you are using an Oracle database, you will need
to configure the system to use the Event Trend
Daily_Oracle query.

Event Trend Daily_Oracle

Supports the Event Trend Daily report. This
query works only on Oracle databases. If you
are using a SQL Server database, you will not
need to use this query. The product is
configured to use the SQL Server equivalent
query (Event Trend Daily) by default. If you are
using an Oracle database, you will need to
configure the product to use this query.

Event Trend Monthly

Supports the Event Trend Monthly report. This
query works only on SQL Server databases. If
you are using an Oracle database, you will need
to configure the system to use the Event Trend
Monthly_Oracle query.

Event Trend Monthly_Oracle

Supports the Event Trend Monthly report. This
query works only on Oracle databases. If you
are using a SQL Server database, you will not
need to use this query. The product is
configured to use the SQL Server equivalent
query (Event Trend Daily) by default. If you are
using an Oracle database, you will need to
configure the product to use this query.

Events

Displays a list of AMS Asset Event records that
are linked to AMS Asset records. The results of
this query appear when you access the AMS
Analytics - Events page from the AMS Analytics
Start Page.

Events by Type

Supports the Events by Type graph.

Events by Type List

Supports the Events by Type graph.

120




Reference Information

Item Name

Behavior and Usage

Events Report

Supports the Event Description Breakdown
Report.

Event_Count_By Plant

Supports the Event Description Breakdown
Report.

List of Assets by Criticality

Supports the Assets by Type graph.

List of Assets by Health

Supports the Assets by Type graph.

List of Assets by Type

Supports the Assets by Type graph.

Month List

Supports various AMS Analytics Catalog items.

Past 10 Days List

Supports the Event Trend Daily report. This
query works only on SQL Server databases. If
you are using an Oracle database, you will need
to configure the system to use the Past 10 Days
List_Oracle query.

Past 10 Days List_Oracle

Supports the Event Trend Daily report. This
query works only on Oracle databases. If you
are using a SQL Server database, you will not
need to use this query. The product is
configured to use the SQL Server equivalent
query (Past 10 Days List) by default. If you are
using an Oracle database, you will need to
configure the product to use this query.

Past 12 Months list

Supports the Event Trend Monthly report. This
query works only on SQL Server databases. If
you are using an Oracle database, you will need
to configure the system to use the Past 12
Months List_Oracle query.

Past 12 Months list_Oracle

Supports the Event Trend Monthly report. This
query works only on Oracle databases. If you
are using a SQL Server database, you will not
need to use this query. The product is
configured to use the SQL Server equivalent
query (Past 12 Months List) by default. If you
are using an Oracle database, you will need to
configure the product to use this query.

PlantCriticalAsset

Supports the Plant Health Report.

PlantCriticalAssetData

Supports the Plant Health Report.

PlantDegradedAssets

Supports the Plant Health Report.

PlantHealthIndex

Supports the Plant Health Report.
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Item Name

Behavior and Usage

PlantMonitoredAssets Supports the Plant Health Report.

PlantTotalAssets Supports the Plant Health Report.

Problematic Assets Alert List Supports the Problematic Assets report.

Week List Supports various AMS Analytics Catalog items.

Summary Reports

The Catalog folder \\Public\Meridium\Modules\AMS Asset Portal\Summary
Reports stores the reports, queries, and graphs that appear on the AMS
Analytics - Summary Reports page. You can add custom queries, graphs, and
reports to this folder so that they will appear on the AMS Analytics - Summary
Reports page.

The following table provides a summary of the Catalog items that exist in the
Summary Reports folder.

Item Name

Behavior and Usage

Data Source

Active Alert | Graph that displays AMS Asset records grouped by the value in the

Breakdown Severity field of the AMS Asset Alert records that are linked to that
AMS Asset record.

Alert Trend Graph that displays the number of AMS Asset Alert records whose
date and time values fall within a specified time frame.

Assets by Graph that displays AMS Asset records grouped by the data source

from which they originated. This graph displays information from
ALL data sources that appear in the tree.

Event
Description
Breakdown
Report

Report that displays the number of AMS Asset Event records,
grouped by the data source from which they originated, whose
event type, start date, and end date match a specified set of
criteria.

Event Trend
Daily

Report that displays the number of AMS Asset Event records,
grouped by the data source from which they originated, whose
event type, description, and end date match a specified set of
criteria. This report shows only the AMS Asset Event records whose
date and time falls within the 10 days prior to the end date that
you specified in the prompt when running the report.
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Item Name

Behavior and Usage

Event Trend
Monthly

Report that displays the number of AMS Asset Event records,
grouped by the data source from which they originated, whose
event type, description, and end date match a specified set of
criteria. This report shows only the AMS Asset Event records whose
date and time falls within the 12 months prior to the end date that
you specified in the prompt when running the report.

Degraded
Asset Report

Query that displays the total number of AMS Asset records that
contain a health index value that is lower than 100.

Plant Health | Query that displays summary information about the overall health
Report of the equipment and locations per plant.

Problematic | Query that displays AMS Asset records with high criticality values
Assets and low health index values.

Family Field Descriptions

Properties of AMS Asset Records

The following fields are included in the AMS Asset family and store the value
that was transferred from the AMS Analytics data source and are disabled in the
baseline Meridium APM database:

¢ Name

o Type

e Description

¢ Manufacturer

o Model

e Revision

Note: The Revision field is populated automatically only if you are using
Device Manager 11.5. If you are using an earlier version of Device
Manager or you are using a data source other than Device Manager, this
field will not be populated.
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Protocol

Note: The Protocol field is populated automatically only if you are using
Device Manager 11.5. If you are using an earlier version of Device
Manager or you are using a data source other than Device Manager, this
field will not be populated.

Health Index
Criticality

Tag Path (unavailable on the baseline datasheet)

The Record ID of each AMS Asset record contains the value in the Name field
(based upon the default ID Template for the AMS Asset family).

Properties of AMS Asset Alert Records

The following fields are included in the AMS Asset Alert family and store the
value that was transferred from the AMS Analytics data source.

Date/Time
Active?
Severity
AMS Asset ID
Description
Help

ID

Note: Unlike the other fields, when the AMS Asset Alert records are transferred
to Meridium APM, the value in the Date/Time field is converted from UTC time
as it is stored in the AMS Analytics data source to the local time, using the time
zone setting on the Meridium APM application server.
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The Record ID of each AMS Asset Alert record is constructed using the ID
Template <Date/Time> - <Severity> - <Description>.

Properties of AMS Asset Event Records

The following fields are included in the AMS Asset Event family and store the
value that was transferred from the AMS Analytics data source.

Date/Time

° Type
e AMS Asset ID
e Severity

e Description

o Status

e Analyst

o Certainty
o Urgency

e Operational Significance

Recommended Actions

Note: Unlike the other fields, when the AMS Asset Event records are
transferred to Meridium APM, the value in the Date/Time field is converted
from UTC time as it is stored in the AMS Analytics data source to the local
time, using the time zone setting on the Meridium APM application server.

The Record ID of each AMS Asset record is constructed using the ID Template
<Date/Time> - <Type> - <Description>.
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AMS Asset Folder

The following fields exist for the AMS Asset Folder family and are disabled in
the baseline Meridium APM database:

¢ Name
¢ Health Index

The Health Index field stores the composite health index value. This field
contains a rule, which determines the composite health index value based upon
the health index values and criticality values that are stored in the AMS Asset
records that are linked to an AMS Asset Folder record. The composite health
index value indicates the overall health of all the assets associated with an AMS
Asset Folder record. This value is calculated each time data is transferred to
the Meridium APM database from an AMS Analytics data source. The Health
Index field is not included on the AMS Asset Folder datasheet by default. The
composite health index value is displayed on the AMS Analytics - Dashboard

page.

This text box is always disabled and is color-coded according to the value that
appears in the text box. The following table provides details on the color
coding that is used in the Composite Health Index text box and what this
indicates.

This health index Corresponds to this Indicating that the
range... color... health is...
0-19 Red Poor
20-79 Yellow Moderate
80-99 Purple Good
100 Green Perfect

Note: If a composite health index value is not available for the selected
record, this text box is grayed out.

The Record ID of each AMS Asset Folder record contains the value in the Name
field (based upon the default ID Template for the AMS Asset Folder family).
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Fields in AMS Asset Recommendation Records

The following table provides notes about AMS Asset Recommendation records
and their field behavior. The list is limited to field behavior that is unique to
AMS Asset Recommendation records. If a field behaves the same way in AMS

Asset Recommendation records as it does in other Recommendation records,
the field is not included in the list.

Field Caption

Description

Behavior and Usage

Recommendation
Headline

Character

A short description
of the recommended
action.

When the record is
created, this field is
populated automatically
with the value that
appears in Description
field in the AMS Asset
Alert or AMS Asset Event
record to which the AMS
Asset Recommendation
record is linked. You can
modify this value if
desired.

Recommendation
Priority

Character

The priority of the
recommended
action.

This field stores a value
between 0 and 5 that
represents the priority
level of the
recommendation. The
value should be
calculated manually
based upon the severity
value of the associated
AMS Asset Alert or AMS
Asset Event record and
the criticality value of
the associated AMS Asset
record.

Recommendation
Description

Text

A short description
of the recommended
action.

When the record is
created, this field is
populated automatically
with the value in the
Help field in the
associated AMS Asset
Alert record. You can
modify this value if
desired.
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Field Caption

Description

Behavior and Usage

Character

The Record ID of the

Request?

not an SAP
Notification or
Oracle EBS eAM
Work Request should
be created from this
Recommendation
record when it is
saved.

Asset ID This field is populated
Equipment record to | automatically when the
which the AMS Asset
Recommendation Recommendation record
record is linked. is created. If the AMS

Asset Recommendation
record is not linked to an
Equipment record, this
field will be empty.

Functional Character | The Record ID of the | This field is populated

Location ID Functional Location automatically when the
record to which the AMS Asset
Recommendation Recommendation record
record is linked. is created. If the AMS

Asset Recommendation
record is not linked to a
Functional Location
record, this field will be
empty.

Create Work Logical Specifies whether or | This check box is

selected by default if the
AMS Asset record that is
associated with the AMS
Asset Alert or AMS Asset
Event record on which
you are basing the
recommendation is linked
to an Asset record.

Note: The information in this table assumes that the AMS Asset
Recommendation record was created via the Generate Work Notification link
that appears on the Associated Pages menu in the Record Manager when you
are viewing an AMS Asset Alert or AMS Asset Event record.
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AMS Asset Data Source

The AMS Asset Data Source Datasheet

AMS Asset Data Source records store connection information that the Meridium
APM system uses to:

« Connect to an external AMS Analytics data source and transfer that data
to the Meridium APM database.

o Display data in the tree that was transferred from a CMMS system and
already exists in the Meridium APM database.

The AMS Asset Data Source datasheet consists of four tabs:

e Web Service Details

Detailed Report Details

Intervals

Status

After you create the AMS Asset Data Source record, you can test the connection
to the data source to ensure that the connection is successful.

Fields on the Web Service Details Tab

The Web Service Details tab on the AMS Asset Data Source datasheet stores
connection information that the Meridium APM system uses to connect to the
AMS Analytics data source. If you are creating the AMS Asset Data Source record
to indicate that you want to view data from a CMMS data source in AMS
Analytics, you can also use the Web Service Details tab to specify a name for
the CMMS data source.

The following table provides a summary of the fields that appear on the Web
Service Details tab on the AMS Asset Data Source datasheet.
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This field... Stores this Used by
value... Meridium APM
to...
Name Name of the Identify the This field is required and must be
AMS Analytics record. unique. If you try to save the
data source. record with the same value in the

Name field as an existing AMS
Asset Data Source record, a
message appears, indicating that
the name is not valid.

Enabled True or False Enable The value in this field determines
connection to whether or not Meridium APM will
the web attempt to retrieve data from
service. this AMS Analytics data source

when the scheduled item is
executed. When the AMS Asset
Data Source record is created,
the Enabled check box is
selected by default, indicating
that the connection is enabled.
You can clear the Enabled check
box to disable the data source
connection.
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This field...

Stores this
value...

Used by
Meridium APM
to...

CMMS Data
Source

True or False

Identify that
you want to
use the Asset
hierarchy that
was polled
from a CMMS
system into the
Meridium APM
database.

The value in this field indicates
that the Meridium APM system
should display the Asset hierarchy
in the Meridium APM database
that was polled from a CMMS
system. When the CMMS Data
Source check box is selected, ALL
remaining fields on the datasheet
are disabled except:

e Name
e Enabled

e AMS Asset Interval (on the
Intervals tab)

Only one enabled AMS Asset Data
Source record can be specified as
a CMMS at a time. If an AMS Asset
Data Source record has been
specified as a CMMS and you
select the CMMS Data Source
check box on a new AMS Asset
Data Source record, an error
message will appear, indicating
that an AMS Asset Data Source
record is already specified as a
CMMS data source.

Web Service Connection Details

section

URL The URL for
accessing the
web service
associated with
the AMS
Analytics data

source.

Access the web
service.

This field is required. After you
type a URL in this field and
navigate to a different field,
parameters on the Detailed
Report Details tab are populated
automatically based upon the
AMS Analytics data source that
you specify in the URL. Not all
the fields on this tab are
populated for all AMS Analytics
data sources. Fore more
information, see the description
of the Detailed Report Details
tab.
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This field... Stores this Used by
value... Meridium APM
to...
User ID The User ID Log in to the This field is required.
used to access data source at
the AMS the location
Analytics data specified in the
source. URL text box.
Password The password Log in to the This field is disabled. To modify
for the User ID | data source at | s field. click the L2 button to
used to access the location

the AMS
Analytics data
source.

specified in the
URL text box.

the right of the field, and on the
Enter AMS Asset Data Source
Password dialog box, type the
password and then click OK.

Network Details section

Network The name of Access the web | This field is required only if you
Domain the network service. must first log in to a network to
domain access the web service for the
associated with AMS Analytics data source. The
the AMS Meridium APM system will use
Analytics data this information only if the Use
source. Network Credentials? check box
is selected.
Use True or False Enable network | Select this check box to indicate
Network connection that the Meridium APM system
Credentials? information. should use the network
connection information when
accessing the web service.
Network The User ID Log in to the This field is required only if you
User ID used to access network. must first log in to a network to
the network. access the web service for the

AMS Analytics data source. The
Meridium APM system will use
this information only if the Use
Network Credentials? check box
is selected.
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This field...

Stores this

value...

Used by
Meridium APM
to...

Network
Password

The password
for the User ID
used to access
the network.

Log in to the
network.

This field is disabled. To modify

this field, click the El button to
the right of the field, and on the
Enter AMS Asset Data Source
Password dialog box, type the
password and then click OK. This
field is required only if you must
first log in to a network to access
the web service. The Meridium
APM system will use this
information only if the Use
Network Credentials? check box
is selected.

Proxy Details

section

Use Proxy? True or False Enable proxy The value in this field indicates
connection that Meridium APM should use
information. proxy connection information

when accessing the web service.

Proxy URL The URL to the | Access the web | This field is required only if you

proxy server. service. must first access a proxy server
to access the web service for the
AMS Analytics data source. The
Meridium APM system will use
this information only if the Use
Proxy? check box is selected.
Proxy Port The port Access the This field is required if a port

number of the
proxy server.

proxy server.

number is associated with the
proxy server. The Meridium APM
system will use this information
only if the Use Proxy? check box
is selected.

Fields on the Detailed Report Details Tab

The Detailed Report Details tab on the AMS Asset Data Source datasheet stores
connection information that Meridium APM uses to obtain for an AMS Analytics

data source:

e The contents of the Detailed Reports for that data source.
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e The file used to convert the external data into the format that SQL
Server Reporting Services can use to display the information in the

report.

All the fields on the Detailed Report Details tab are populated automatically
when you type a valid URL in the URL text box on the Web Service Details tab.
The following table provides a summary of these fields.

This field... Stores this Value... Used by
Meridium
APM to...
AMS Asset The URL http://<Application Server Connect to
Detailed Name>/DetailReportService/DetailReporting.asmx, | the data
Report Web | where <Application Server Name> is the name of source
Service URL | the Meridium APM Application server where the file specified on
DetailReporting.asmx is stored. the Web
Service
Details tab
and obtain
the required
content
from the
data source.
AMS Asset The Meridium APM Catalog path \\Public\Meridium Locate the
Detail APM\Modules\AMS Asset Portal\Detailed associated
Report Path | Reports\<Data source Name>, where <Data Source | Asset Details
Name> is the name of the Catalog folder where the Report for
Asset Details Report is stored. the desired
AMS
Analytics
data source.
AMS Asset The URL http://<Application Server Transform
XSL Path Name>/DetailReportService/XSL/<Data Source the data
Name>/GetAssetDetails.xsl, where <Application from the
Server Name> is the name of the Meridium APM AMS
Application server and <Data Source Name> is the Analytics
name of the folder where the file data source
GetAssetDetails.xsl is stored. into the
format
required to
display the
report in
Meridium
APM.
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This field... Stores this Value... Used by
Meridium
APM to...
AMS Asset The Meridium APM Catalog path \\Public\Meridium Locate the
Alert Detalil APM\Modules\AMS Asset Portal\Detailed associated
Report Path | Reports\<Data Source Name>, where <Data Source | Alert Details
Name> is the name of the Catalog folder where the Report for
Alert Details Report is stored. the desired
AMS
Analytics
data source.
AMS Asset The URL http:// <Application Server Transform
Alert XSL Name>/DetailReportService/XSL/<Data Source the data
Path Name>/GetAlertDetails.xsl, where <Application from the
Server Name> is the name of the Meridium APM AMS
Application server and <Data Source Name> is the Analytics
name of the folder where the file data source
GetAlertDetails.xsl is stored. into the
format
required to
display the
report in
Meridium
APM.
AMS Asset The Meridium APM Catalog path \\Public\Meridium Locate the
Event Detail | APM\Modules\AMS Asset Portal\Detailed associated
Report Path | Reports\<Data Source Name>, where <Data Source | Event
Name> is the name of the Catalog folder where the Details
Event Details Report is stored. Report for
the desired
AMS
Analytics
data source.
AMS Asset The URL http://<Application Server Transform
Event XSL Name>/DetailReportService/XSL/<Data Source the data
Path Name>/GetEventDetails.xsl, where <Application from the
Server Name> is the name of the Meridium APM AMS
Application server and <Data Source Name> is the Analytics
name of the folder where the file data source
GetEventDetails.xsl is stored. into the
format
required to
display the
report in
Meridium
APM.

135




Meridium APM AMS Analytics V3.6.0.0.0

Note: The AMS Performance Monitor data source does not have associated files
GetAlertDetails.xsl or GetEventDetails.xsl.

Fields on the Intervals Tab

The Intervals tab on the AMS Asset Data Source datasheet stores values that
specify:

e How often data is collected for a family.

« Which AMS Asset Event records should be collected, based on how far
back in time the associated events occurred.

For each field on the Intervals tab, a text box and list field appears. Together,
the value that you specify in the text box and select from the list make up the
interval at which the data for a family should be collected or which AMS Asset
Event records to collect based on when the associated event occurred. In the
text box you will need to type a number, and in the list, you will need to select
one of the following units of time:

e Minutes
e Hours

o Days

o Weeks
e Months
e Years

The number that you type and the unit of time that you select indicate the
desired interval. For example, if you specify the number 2 and select the
interval Hours, you have indicated that data should be collected every 2 hours.

136



Reference Information

Note: The fields on this tab serve as one aspect of determining how often a
given type of data will be collected from the AMS Analytics data source. The
actual data collection schedule is determined by a scheduled item, which must
be created within the Meridium APM Schedule Manager. For the data collection
process to work properly, the intervals that you define here must correspond to
the schedule defined for the scheduled item. For example, if you specify that
AMS Asset record data should be collected every hour but the scheduled item is
set up to run once per day, data will be collected once a day only, not every
hour.

The following table provides a summary of the fields that appear on the
Intervals tab on the AMS Asset Data Source datasheet.

Field Description

AMS Asset Specifies how often data should be collected from the specified
Interval AMS Analytics data source to create and update records in the
AMS Asset family.

AMS Asset Alert | Specifies how often data should be collected from the specified
Interval AMS Analytics data source to create and update records in the
AMS Asset Alert family.

AMS Asset Specifies how often data should be collected from the specified

Event Interval AMS Analytics data source to create and update records in the
AMS Asset Event family.

AMS Asset Specifies which AMS Asset Event records should be collected

Event History based on when the associated events occurred. For example, if

you wanted to see AMS Asset Event records for events that took
place only over the past two months, you would the number 2
and then select the value Months from the list.

Fields on the Status Tab

The Status tab on the AMS Asset Data Source datasheet stores the following
values for each family whose data has been collected:

¢ The dates on which data was last collected.

e The status of the collection process, including any errors that occurred
during the data collection process.

The fields on the Status tab on the AMS Asset Data Source datasheet are
disabled. You cannot modify the values in these fields.
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The following table provides a summary of the fields that appear on the Status

tab.
Field Name Description

AMS Asset Stores the date and time on The field is populated

Processed which data for the AMS Asset automatically after the

Date family was collected from the | collection process for the AMS
specified AMS Analytics data Asset family is executed.
source.

AMS Asset Stores a value that indicates if | This field is populated

Status there were errors while automatically after the
collecting AMS Asset data. collection process for the AMS

Asset family is complete. If no
errors occurred, the value Good
will appear in the field. If errors
have occurred, this value will
reflect the type of error that
occurred (e.g., Fatal Error).

AMS Asset Stores the date and time on The field is populated

Alert which data for the AMS Asset automatically after the

Processed Alert family was collected collection process for the AMS

Date from the specified AMS Asset Alert family is executed.
Analytics data source.

AMS Asset Stores a value that indicates if | This field is populated

Alert Status there were errors while automatically after the
collecting AMS Asset data. collection process for the AMS

Asset Alert family is complete.
If no errors occurred, the value
Good will appear. If errors have
occurred, this value will reflect
the type of error that occurred
(e.g., Fatal Error). If the CMMS
Data Source check box on the
Web Service Details tab is
selected, this value will always

be N/A.
AMS Asset Stores the date and time on The field is populated
Event which data for the AMS Asset automatically after the
Processed Event family was collected collection process for the AMS
Date from the specified AMS Asset Event family is executed.

Analytics data source.
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Field Name

Description

AMS Asset
Event Status

Stores a value that indicates if
there were errors while
collecting AMS Asset Event

This field is populated
automatically after the
collection process for the AMS

data. Asset Event family is complete.
If no errors occurred, the value
Good will appear. If errors have
occurred, this value will reflect
the type of error that occurred
(e.g., Fatal Error). If the CMMS
Data Source check box on the
Web Service Details tab is
selected, this value will always

be N/A.

Time Zone Mappings

When you access the following pages, the current time zone of the Meridium
APM Application Server to which you are currently connected will be displayed
in the Date/Time column.

e AMS Analytics - Active Alerts
e AMS Analytics - Events

On these pages, the abbreviated time zone is displayed. The following table
maps the time zones that are available on your Windows operating system
(which you can select on the Meridium APM Application Server) to their
standard time zone names and the abbreviations that will be displayed on the
AMS Analytics - Active Alerts and AMS Analytics - Events pages.

Abbreviation

Standard Time (Displayed in

Windows Time Zone Name

Ao NEUE Meridium APM)
(UTC) Casablanca M_orocco Standard MST
Time
(UTC) Coordinated Universal Coordinated
) - - CUT
Time Universal Time
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Windows Time Zone Name

Standard Time
Zone Name

Abbreviation
(Displayed in
Meridium APM)

(UTC) Dublin, Edinburgh, Lisbon,

GMT Standard Time GST

London

(UTC) Monrovia, Reykjavik Greenwich Standard | or
Time

(UTC+01:00) Amsterdam, Berlin, W. Europe Standard WEST

Bern, Rome, Stockholm, Vienna Time

(UTC+01:00) Belgrade,

Bratislava, Budapest, Ljubljana, Central Eur_ope CEST
Standard Time

Prague

(UTC+01:00) Brussels, Romance Standard RST

Copenhagen, Madrid, Paris Time

(UTC+01:00) Sarajevo, Skopje, Central European CEST

Warsaw, Zagreb Standard Time

(UTC+01:00) West Central Africa | - central Africa WCAST
Standard Time

(UTC+01:00) Windhoek Namibia Standard | \op
Time

(UTC+02:00) Amman Jordan Standard 3T
Time

(UTC+02:00) Athens, Bucharest GTB Standard Time GST

. . Middle East

(UTC+02:00) Beirut Standard Time MEST

(UTC+02:00) Cairo Egypt Standard Time | EST

(UTC+02:00) Damascus Syria Standard Time | SST

. ; South Africa

(UTC+02:00) Harare, Pretoria Standard Time SAST

(UT.C+02:0.0) Hel_sm_kl, Kylv, Riga, FLE Standard Time FST

Sofia, Tallinn, Vilnius

(UTC+02:00) Istanbul Turkey Standard TST

ime

(UTC+02:00) Jerusalem Jerusalem Standard | ;o
Time

(UTC+02:00) Nicosia E. Europe Standard ) gger

ime
(UTC+03:00) Baghdad Arabic Standard AST

Time
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Windows Time Zone Name

Standard Time
Zone Name

Abbreviation
(Displayed in
Meridium APM)

(UTC+03:00) Kaliningrad, Minsk _Kr?rlr:gmgrad Standard KST
(UTC+03:00) Kuwait, Riyadh Arab Standard Time | AST
(UTC+03:00) Nairobi £ Africa Standard | gagr
ime
(UTC+03:30) Tehran Iran Standard Time IST
(UTC+04:00) Abu Dhabi, Muscat | Z7a>ian Standard | ser
(UTC+04:00) Baku Azerbaijan Standard | o
Time
(UTC+04:00) Moscow, St. Russian Standard RST
Petersburg, Volgograd Time
(UTC+04:00) Port Louis Mauritius Standard | o
Time
(UTC+04:00) Thilisi georgian Standard | ggr
ime
(UTC+04:00) Yerevan Caucasus Standard | oor
Time
. Afghanistan
(UTC+04:30) Kabul Standard Time AST
(UTC+05:00) Islamabad, Karachi .T.?rl:]'jtan Standard PST
(UTC+05:00) Tashkent West Asia Standard |y ast
Time
(UTC+0.5:30) Chema" Kolkata, India Standard Time IST
Mumbai, New Delhi
(UTC+05:30) Sri Sri Lanka Standard
. SLST
Jayawardenepura Time
(UTC+05:45) Kathmandu #‘.epa' Standard NST
ime
. Central Asia
(UTC+06:00) Astana Standard Time CAST
(UTC+06:00) Dhaka Bangladesh Standard | ger
ime
) . Ekaterinburg
(UTC+06:00) Ekaterinburg Standard Time EST
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Windows Time Zone Name

Standard Time
Zone Name

Abbreviation
(Displayed in
Meridium APM)

Myanmar Standard

Time

(UTC+06:30) Yangon (Rangoon) Time MST
(UTC+07:00) Bangkok, Hanoi, SE Asia Standard
} SAST
Jakarta Time
] . N. Central Asia
(UTC+07:00) Novosibirsk Standard Time NCAST
(UTC+08:00) Beulng, Chongging, China Standard Time | CST
Hong Kong, Urumaqi
(UTC+08:00) Krasnoyarsk North Asia Standard | \jast
Time
(UTC+08:00) Kuala Lumpur, Malay Peninsula
- ) MPST
Singapore Standard Time
. W. Australia
(UTC+08:00) Perth Standard Time WAST
(UTC+08:00) Taipei el Standard TST
ime
. Ulaanbaatar
(UTC+08:00) Ulaanbaatar Standard Time UST
. North Asia East
(UTC+09:00) Irkutsk Standard Time NAEST
(UTC+09:00) Osaka, Sapporo, Tokyo Standard
. TST
Tokyo Time
(UTC+09:00) Seoul Korea Standard KST
Time
. . Cen. Australia
(UTC+09:30) Adelaide Standard Time CAST
] . AUS Central
(UTC+09:30) Darwin Standard Time ACST
. ; E. Australia
(UTC+10:00) Brisbane Standard Time EAST
(UTC+10:00) Canberra, AUS Eastern AEST
Melbourne, Sydney Standard Time
. West Pacific
(UTC+10:00) Guam, Port Moresby Standard Time WPST
(UTC+10:00) Hobart Tasmania Standard TST

142




Reference Information

Windows Time Zone Name

Standard Time
Zone Name

Abbreviation
(Displayed in
Meridium APM)

Yakutsk Standard

(UTC+10:00) Yakutsk Ti YST
ime
(UTC+11:00) Solomon Is., New Central Pacific
CPST
Caledonia Standard Time
. - Vladivostok
(UTC+11:00) Vladivostok Standard Time VST
(UTC+12:00) Auckland, New Zealand
NZST
Wellington Standard Time
(UTC+12:00) Coordinated
Universal Time+12 uTC+12 v
(UTC+12:00) Fiji Fiji Standard Time FST
(UTC+12:00) Magadan M_agadan Standard MST
Time
(UTC+12:00) Petropavlovsk- Kamchatka Standard KST
Kamchatsky - Old Time
(UTC+13:00) Nuku'alofa Tonga Standard TST
Time
(UTC+13:00) Samoa samoa Standard SST
Time
(UTC-01:00) Azores Azores Standard AST
Time
. Cape Verde
(UTC-01:00) Cape Verde Is. Standard Time CVST
(UTC-02:00) Coordinated i
Universal Time-02 uTc-02 U
] . . Mid-Atlantic
(UTC-02:00) Mid-Atlantic Standard Time MST
) - E. South America
(UTC-03:00) Brasilia Standard Time ESAST
(UTC-03:00) Buenos Aires A_rgentma Standard AST
Time
(UTC-03:00) Cayenne, Fortaleza _SI_iAmEsstern Standard SEST
(UTC-03:00) Greenland Greenland Standard | o

Time
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Windows Time Zone Name

Standard Time

Abbreviation
(Displayed in

Zone Name Meridium APM)
) . Montevideo
(UTC-03:00) Montevideo Standard Time MST
(UTC-03:00) Salvador Bahia Standard Time | BST
. Newfoundland
(UTC-03:30) Newfoundland Standard Time NST
(UTC-04:00) Asuncion Paraguay Standard | por
Time
(UTC-04:00) Atlantic Time Atlantic Standard AST
(Canada) Time
) . Central Brazilian
(UTC-04:00) Cuiaba Standard Time CBST
(UTC-04:00) Georgetown, La Paz, | SA Western Standard SWST
Manaus, San Juan Time
(UTC-04:00) Santiago Pacific SA Standard | peqy
Time
(UTC-04:30) Caracas venezuela Standard | gy
Time
(UTC-05:00) Bogota, Lima, Quito .SI.iAmPSC'f'C Standard SPST
(UTC-05:00) Eastern Time (US & Eastern Standard EST
Canada) Time
(UTC-05:00) Indiana (East) s Fastern Standard | ;eqr
ime
) . Central America
(UTC-06:00) Central America Standard Time CAST
(UTC-06:00) Central Time (US & Central Standard cST
Canada) Time
(UTC-06:00) Guadalajara, Mexico | Central Standard cST
City, Monterrey Time (Mexico)
. Canada Central
(UTC-06:00) Saskatchewan Standard Time CCST
. . US Mountain
(UTC-07:00) Arizona Standard Time UMST
(UTC-07:00) Chihuahua, La Paz, Mountain Standard MST

Mazatlan

Time (Mexico)
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Windows Time Zone Name

Standard Time

Abbreviation
(Displayed in

Zone Name Meridium APM)
(UTC-07:00) Mountain Time (US & | Mountain Standard MST
Canada) Time
) . . . Pacific Standard
(UTC-08:00) Baja California Time (Mexico) PST
(UTC-08:00) Pacific Time (US & Pacific Standard ST
Canada) Time
(UTC-09:00) Alaska Alaskan Standard AST
Time
(UTC-10:00) Hawaii Hawaiian Standard | qr
Time
(UTC-11:00) Coordinated i
Universal Time-11 uTc-11 v
(UTC-12:00) International Date Dateline Standard DST
Line West Time

URLS

URL Paths for AMS Analytics Features

The following table lists and describes the paths for AMS Analytics features.
Note that to construct a valid URL, you must prepend meridium:// to the path.
In some cases, you must define parameters following the paths.

Feature Path Description
AMS Analytics AMSAnalytics Displays the AMS
Start Page Analytics Start

Page. This URL
does not accept
any parameters.
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Feature

AMS Analytics
Administration

Path
AMSANalytics/Admin

Description

Displays the AMS
Analytics
Administration
page. This URL
does not accept
any parameters.

AMS Analytics -
Alerts

AMSAnalytics/Alerts

Displays the AMS
Analytics - Alerts
page. This URL
accepts
parameters that
let you specify a
Catalog item that
you want to
display and an
AMS Asset Folder
record that you
want selected by
default.

AMS Analytics -
Assets

AMSAnalytics/Assets

Displays the AMS
Analytics - Assets
page. This URL
accepts
parameters that
let you specify a
Catalog item that
you want to
display and an
AMS Asset Folder
record that you
want selected by
default.
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Feature Path Description
AMS Analytics - AMSAnalytics/Dashboard Displays the AMS
Dashboard Analytics -

Dashboard page.
This URL accepts
parameters that
you let you
display the
multiple graphs
on one page or a
single graph that

you specify.
AMS Analytics AMSAnalytics/DetailReport Displays the
Detailed Reports Detail report

specified in the

required

parameters. This
path requires two
parameters that
let you specify
the type of report
that you want to
view and the
Entity Key of the
record whose
data you want to
view in the
report.
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Feature

Analytics - Events

Path
AMSAnalytics/Events

Description

Displays the AMS
Analytics -
Events page. This
path accepts
parameters that
you let you
specify a Catalog
item that you
want to display
and an AMS Asset
Folder record
that you want
selected by
default.

AMS Asset
Recommendation
records

AMSAnalytics/GenerateNotification

Creates the Has
Recommendations
relationships that
are necessary to
create an AMS
Asset
Recommendation
record and
displays a new
AMS Asset
Recommendation
record, populated
with values from
the record
identified by the
Entity Key that is
specified with the
Key parameter.
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Feature Path Description
AMS Analytics - AMSAnalytics/Recommendations Displays a list of
Recommendations AMS Asset
Recommendation
records in

Recommendation
Management. This
URL accepts
parameters that
let you specify a
guery that you
want to appear.

AMS Analytics - AMSAnalytics/SummaryReports Displays the AMS
Summary Reports Analytics -
Summary

Reports page.
This URL does not
accept any
parameters.

Note: For each AMSAnalytics URL path, there is a corresponding AssetPortal
URL path (e.g., AssetPortal/Admin). The AssetPortal URL paths are included in
the Meridium APM baseline database to support backward compatibility.
Beginning in V3.4.2, however, you should use the AMSAnalytics URL paths.

Alerts URLs

Parameters for the Alerts URL

The URL for accessing the AMS Analytics - Alerts page,
meridium://AMSAnalytics/Alerts, accepts the parameters described in the
following table. Note that a link created from the path with no parameters
displays the AMS Analytics - Alerts page using the default query, Active Alerts,
stored in the Catalog folder \\Public\Meridium\Modules\AMS Asset
Portal\Queries.
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Parameter Description Accepted
Name Value(s)

CatalogPath | Specifies the Catalog folder | If no value is specified for
Catalog item that | path. this parameter, the Active
you want to Alerts query appears. When
display. you use the CatalogPath

parameter to display a query,
you can also use the Title

parameter.

Title Specifies the title | User specified | This parameter is only valid
that appears in text. for displaying query results. If
the title bar and no value is specified for this
in the workspace. parameter, the default value

appears (i.e., the name of
the query prepended by AMS
Analytics -).

FolderKey Specifies the AMS | The Entity If no value is specified for
Asset Folder Key of the this parameter, the first node
record that will desired AMS in the tree is selected by
be selected in Asset Folder default.

the tree. record.

Examples of the Alerts URL
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meridium://AMSAnalytics/Alerts

Displays the query Active Alerts on the AMS Analytics - Alerts page. The
first node in the tree is selected by default.

meridium://AMSAnalytics/Alerts?CatalogPath=Public\Meridium\Module
S\AMS Asset Portal\Queries\Active Alerts by Duration

Displays the query Active Alerts by Duration on the AMS Analytics -
Active Alerts by Duration page. The first node in the tree is selected by
default.

meridium://AMSAnalytics/Alerts?CatalogPath=Public\Meridium\Modules\
AMS Asset Portal\Queries\Active Alerts by Duration&Title=My Title

Displays the query Active Alerts by Duration. The page title is My Title
instead of AMS Analytics - Active Alerts by Duration, and the first node
in the tree is selected by default.
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e meridium://AMSAnalytics/Alerts?FolderKey=1233456

Displays the query Active Alerts on the AMS Analytics - Alerts page. In
the tree, the node representing the AMS Asset Folder record that is
linked to the record with the Entity Key 1233456 is selected.

Assets URLSs

Parameters for the Assets URL

The URL for accessing the AMS Analytics - Assets page,
meridium://AMSAnalytics/Assets, accepts the parameters described in the
following table. Note that a link created from the path with no parameters
displays the AMS Analytics - Assets page using the default query, Assets, stored
in the Catalog folder \\Public\Meridium\Modules\AMS Asset Portal\Queries.

Parameter
Name

Description

Accepted
Value(s)

CatalogPath | Specifies the Catalog folder | If no value is specified for
Catalog item that | path. this parameter, the query
you want to Assets appears. When you use
display. the CatalogPath parameter to

display a query, you can also
use the Title parameter.

Title Specifies the title | User specified | This parameter is only valid
that will appear text. for displaying query results.
in the title bar If no value is specified for
and in the this parameter, the default
workspace. value appears (i.e., the name

of the query prepended by
AMS Analytics -).

FolderKey Specifies the AMS | The Entity If no value is specified for
Asset Folder Key of the this parameter, the first node
record that will desired AMS in the tree is selected by
be selected in the | Asset Folder default.
tree. record.

Examples of the Assets URL

e meridium://AMSAnalytics/Assets
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Displays the query Assets on the AMS Analytics - Assets page. The first
node in the tree is selected by default.

meridium://AMSAnalytics/Assets?CatalogPath=Public\Meridium\Module
S\AMS Asset Portal\Queries\Assets by Type

Displays the query Assets by Type AMS Analytics - Assets by Type page.
The first node in the tree is selected by default.

meridium://AMSAnalytics/Assets?CatalogPath=Public\Meridium\Modules\
AMS Asset Portal\Queries\Assets by Type&Title=My Title

Displays the query Assets by Type. The page title is My Title instead of
AMS Analytics - Assets by Type. The first node in the tree is selected by
default.

meridium://AMSAnalytics/Assets?FolderKey=1233456

Displays the query Assets on the AMS Analytics - Assets page. In the
tree, the node representing the AMS Asset Folder record with Entity Key
1233456 is selected.

Dashboard URLs

Parameters for the Dashboard URL

The URL for accessing the AMS Analytics - Dashboard page,
meridium://AMSAnalytics/Dashboard, accepts the parameters described in the
following table. Note that a link created from the path with no parameters
displays the first four graphs that appear in the Catalog folder
\\Public\Meridium\Modules\AMS Asset Portal\Dashboard on the AMS Analytics -
Dashboard page.
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Parameter Description Accepted
Name Value(s)

Mode Specifies whether | Single « Single: Indicates that you
the page displays | Quad want to display only one
one or multiple graph. If Mode=Single, the
Catalog items. CatalogPath is required.

e Quad: Indicates that you
want to display the first
four graphs that appear in
the Dashboard Catalog
folder.

If the Mode parameter is
omitted, the AMS Analytics -
Dashboard page will display the
first four graphs that appear in
the Dashboard Catalog folder.

CatalogPath | Specifies the Catalog If no value is specified for this
graph that you folder parameter, the first four graphs
want to display. path. that appear in the Dashboard folder

will appear by default. This
parameter is required when
Mode=Single.

Examples of the Dashboard URL
e meridium://AMSAnalytics/Dashboard

Displays the first four graphs that appear in the Dashboard Catalog
folder on the AMS Analytics - Dashboard page.

e meridium://AMSAnalytics/Dashboard?Mode=SINGLE&CatalogPath=Public
\Meridium\Modules\AMS Asset Portal\Dashboard\Assets By Criticality

Displays the Assets By Criticality graph on the AMS Analytics - Assets By
Criticality page.
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Detail Report URLs

Parameters for the Detail Report URL

The URL for accessing the Detail report for a given AMS Asset Data Source,
meridium://AMSAnalytics/DetailReport requires the parameters described in
the following table. Note that a link created from the path with no parameters
is not a valid URL.

Parameter Description Accepted Notes
Name Value(s)

Type Specifies the type of Asset This parameter
Detail report that you Alert must be used with
want to display. Event the Key parameter.

Key Specifies the Entity Key The Entity Key | This parameter
of the record whose of the desired | must be with the
information you want to record Type parameter.

display

Note: For the preceding URL to work, an administrative user must complete
AMS Analytics administrative tasks.

Examples of the Detail Report URL

e meridium://AMSAnalytics/DetailReport?Type=ASSET&Key=6425187425
9.

Displays the Detail report for the AMS Asset record with the Entity Key
64251874259.
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Events URLs

Parameters for the Events URL

The URL for accessing the AMS Analytics - Events page,
meridium://AMSAnalytics/Events, accepts the parameters described in the
following table. Note that a link created from the path with no parameters
displays the AMS Analytics - Events page using the default query, Events, that
is stored in the Catalog folder \\Public\Meridium\Modules\AMS Asset
Portal\Queries.

Parameter Description Accepted Notes
Name Value(s)

CatalogPath | Specifies the Catalog folder | If no value is specified for this
query that you path. parameter, the query Events
want to display. appears. When you use the

CatalogPath parameter to
display a query, you can also
use the Title parameter.

Title Specifies the title User specified | This parameter is only valid for
that will appear in | text. displaying query results. If no
the title bar and value is specified for this
in the workspace. parameter, the default value

appears (i.e., the name of the
guery prepended by AMS
Analytics -).

FolderKey Specifies the AMS The Entity Key | If no value is specified for this
Asset Folder for the desired | parameter, the first node in
record that will be | AMS Asset the tree is selected by default.
selected in the Folder record.
tree.

Examples of the Events URL

e meridium://AMSAnalytics/Events

Displays the query Events on the AMS Analytics - Events page. The first
record in the tree is selected by default.

e meridium://AMSAnalytics/Events?CatalogPath=Public\Meridium\Module
S\AMS Asset Portal\Queries\Events by Type
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Display the query Events by Type on the AMS Analytics - Events by Type
page. The first record in the tree is selected by default.

e meridium://AMSAnalytics/Events?CatalogPath=Public\Meridium\Modules\
AMS Asset Portal\Queries\Events by Type&Title=My Title

Displays the query Events by Type. The page title is My Title instead of
AMS Analytics - Events by Type. The first node in the tree is selected
by default.

e meridium://AMSAnalytics/Events?FolderKey=1233456

Displays the query Events on the AMS Analytics - Events page. In the
tree, the node representing the AMS Asset Folder record with Entity Key
1233456 is selected.

Generate Notification URLs

Parameters for the Generate Notification URL

The URL for opening a new AMS Asset Recommendation record and
simultaneously generating a Notification in SAP,
meridium://AMSAnalytics/GenerateNotification, requires the parameters
described in the following table. Note that a link created from the path with no
parameters is not a valid URL.

Parameter Description Accepted Value(s)
Name
Key Specifies the record whose information The Entity Key of the
you want to display. desired record.

Examples of the Generate Notification URL
o meridium://AMSAnalytics/GenerateNotification?Key=64251874400

Displays a new AMS Asset Recommendation record that contains values
from the AMS Asset Alert record with the Entity Key 64251874400.
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Recommendations URLS

Parameters for the Recommendations URL

The URL for accessing a list of AMS Asset Recommendation records in the
Recommendation Management, meridium://AMSAnalytics/Recommendations,
accepts the parameters described in the following table. Note that a link
created from the path with no parameters displays a list of AMS Asset
Recommendation records in Recommendation Management using the default
guery, Available Recommendations, that is stored in the Catalog folder
\\Public\Meridium\Modules\AMS Asset Portal\Queries.

Parameter Description Accepted Notes
Name Value(s)
CatalogPath | Specifies the Catalog If no value is specified for this
query that you folder parameter, the query Available
want to display path. Recommendations appears. When

you use the CatalogPath parameter
to display a query, you can also use
the Title parameter.

Title Specifies the title | User This parameter is only valid for
that will appear specified displaying query results. If no value
in the title bar text. is specified for this parameter, the
and in the default value appears (i.e., the
workspace. name of the query prepended by

AMS Analytics -).

Examples of the Recommendations URL
e meridium://AMSAnalytics/Recommendations

Opens Recommendation Management and displays the AMS Asset
Recommendation records that are returned in the query Available
Recommendations.

e meridium://AMSAnalytics/Recommendations?CatalogPath=Public\Merid
ium\Modules\AMS Asset Portal\Queries\RecommendationQuery2

Opens Recommendation Management and displays the AMS Asset
Recommendation records that are returned in the query
RecommendationQuery?2.
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meridium://AMSAnalytics/Recommendations?CatalogPath=Public\Meridi
um\Modules\AMS Asset Portal\Queries\Available
Recommendations&Title=My Title

Opens Recommendation Management and displays the AMS Asset
Recommendation records that are returned in the query
RecommendationQuery2. The page title is AMS Analytics - My Title
instead of AMS Analytics - RecommendationQuery?2.

Glossary

AMS Analytics Data Source

One of the following data sources:

e AMS Suite: Intelligent Device Manager
e AMS Suite: Machinery Health Manager
e AMS Suite: Equipment Performance Monitor

e AMS Suite: Equipment Performance Advisor

AMS Suite

Consists of:
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AMS Analytics data sources: Store information collected by external
applications. For each AMS Analytics data source, there is a
corresponding application that collects the data that is stored in that
data source. For example, the AMS Suite: Intelligent Device Manager
data source corresponds to an application by the same name. For the
purposes of this documentation, we refer to the data source and not the
application.

The AMS Analytics module: Lets you transfer data from AMS Analytics
data sources to Meridium APM so that you can view the data in one
location.
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CMMS Data Source

Any type of external data source, such as an SAP system, where that data
source is not an AMS Analytics data source.
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