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About This Document

About This Document

This file is provided so that you can easily print this section of the Meridium APM Help
system.

You should, however, use the Help system instead of a printed document. This is
because the Help system provides hyperlinks that will assist you in easily locating the
related instructions that you need. Such links are not available in a print document
format.

The Meridium APM Help system can be accessed within Meridium APM itself or via the
Meridium APM Documentation Website (https://www.me-
ridium.com/documentation/WebHelp/WebHelpMaster.htm).

Note: If you do not have access to the Meridium APM Documentation Website, con-
tact Meridium Global Support Services.
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About the Installation, Upgrade, and System Administration Documentation

About the Installation, Upgrade, and System Admin-
istration Documentation

This documentation provides details on performing the tasks that are required for:

« Installing and configuring the components of the basic Meridium APM system
architecture, which is required by all Meridium APM components.

« Upgrading the components of the basic Meridium APM system architecture from
the following versions:

« V3.6.0
o V3.5.1
o V3.5.0SP1LP
« V3.5.0
o V345

Note: The upgrade paths provided in this documentation assume that you
have one of these base versions installed. If you have applied a hot fix or
patch to your current version, upgrading may cause you to lose some or
all of the changes that you applied through your support release. For more
information, consult the hot fix or patch documentation for your current
version.

« Deploying translated strings for all Meridium APM applications.

Specific instructions for installing, upgrading, and configuring individual modules and
features is located in the documentation for that module or feature. Because you can
use Meridium with multiple combinations of features and module licenses that require
different or overlapping configurations and machines, you should read the instructions
for each module or feature that you want to deploy in your system and consolidate the
steps where they overlap. For your convenience, a directory of the additional com-
ponents that you can deploy with Meridium APM is provided here.

rIMPORTANT: All the documentation in the root-level Installation, Upgrade, and Sys-
tem Administration section of the help system assumes that you are logged in as a
Windows User with an Administrator account to the machine where you will perform
each step.

The Installation, Upgrade, and System Administration documentation provides details
on the following specific items:

« Hardware and Software (HW and SW) requirements for the Meridium APM
installers. This documentation does not provide a list of HW and SW requirements
for individual modules or features. Instead, the requirements for an individual
modules and features are located in the documentation for that module or fea-
ture. This documentation does, however, provide a directory of the additional
Meridium APM components with a link to the system requirements for that

Confidential and Proprietary Information of Meridium, Inc. » Page 10 of 459



About the Installation, Upgrade, and System Administration Documentation

module or feature.

« Installing, upgrading, and configuring the basic Meridium APM system archi-
tecture. Instructions on installing, upgrading, and configuring the components of
the basic Meridium APM system architecture.

« Deploying translated strings for Meridium APM applications. Instructions for
installing, upgrading, and configuring Meridium APM applications to display trans-
lated strings. Meridium APM software is installed in English, by default. Before you
can view translated strings in Meridium APM applications,you must complete the
steps for installing and configuring the basic Meridium APM system architecture
and any additional modules or features that you want to use with Meridium APM.

« Using the Meridium APM Server Administration tool, which lets you modify con-
figuration files that support Meridium APM components. This documentation
does not provide instructions on modifying files for individual modules or fea-
tures. Instead, the documentation for modifying individual files is located in the
documentation for the module or feature that file supports. This documentation
does, however, provide a directory of the files that you can modify for modules
and features with a link to the documentation on modifying that file, which
resides in the documentation for that module or feature.

» Database creation, configuration, and upgrades. Instructions for creating, con-
figuring and upgrading your Meridium APM database (SQL and Oracle).

» Using the Database Comparison Tool. Instructions on using the Database Com-
parison Tool to view the differences between the source and target databases.

« Uninstalling or repairing Meridium APM components. Instructions for unin-
stalling or repairing Meridium APM components using the Meridium APM
installers.

When you are using this documentation to perform the installation, upgrade, and sys-
tem administration tasks that are documented herein, we recommend that you view
this Help system in a web browser on a computer or device other than the machine on
which you are performing the procedures. There are many cross references incor-
porated into the Help system that are necessary for seamless navigation through the
multiple steps that are required before your Meridium APM system can be used. These
cross references are not possible in the printed or PDF formats of this documentation.

If you have your Meridium APM distribution package and you are ready to
begin, click here.
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| Have my Meridium APM Distribution Package - Now What?

| Have my Meridium APM Distribution Package -
Now What?

Use the following sections to view the steps that must be completed before your system
is ready to be used in production.

Click the option that corresponds to the task you want to complete:

| am deploying Meridium APM for the first time.

| am upgrading from V3.6.0.

| am upgrading from V3.5.1.

| am upgrading from V3.5.0 SP1 LP.

| am upgrading from V3.5.0.

| am upgrading from V3.4.5.

Note: You can upgrade directly to any release listed in these instructions from version
3.4.0 SP3 and later. If you are upgrading from a version prior to V3.4.5, please contact
Global Support Services for more information.
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Deploying Meridium APM for the First Time

Deploying Meridium APM for the First Time

Deploying Meridium APM for the first time includes completing multiple steps, which
are outlined in the table in this topic. The steps in this section of the documentation
provide all the information that you need to deploy the basic system architecture. After
you have completed these steps, you will need to perform additional steps required to
configure the modules that you have purchased.

The person responsible for completing each task may vary within in your organization.
We recommend, however, that the steps be performed in relatively the same order in
which they are listed in the table.

Step  Task

1

Ensure that your system meets the hardware and software requirements for
the basic Meridium APM system architecture.

Install the Meridium APM Server and Add Ons software on the Application

Server(s).

Before you complete this step, you should review the steps required to con-
figure the modules/features that you purchased and consolidate any over-

lapping steps.

Set up the SQL Server Report Server.

Set up the Database Server, which includes creating and configuring your
Meridium APM database.

Create Security User records for the individuals in your organization who will
need to log in to Meridium APM applications.

Grant Windows security permissions to the individuals in your organization
who will need to log in to Meridium APM applications.

Activate licensed modules and products.

If you want to use non-English translations in Meridium APM, deploy trans-
lations.

Install the Meridium APM Framework applications on the APM Framework
machines.
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Updating or Upgrading Meridium APM to 3.6.1.3.0

Updating or Upgrading Meridium APM to 3.6.1.3.0

Updating or upgrading to the basic Meridium APM system architecture includes com-
pleting multiple steps, which are outlined in the tables in this topic. The steps in this sec-
tion of the documentation provide all the information that you need to update or
upgrade and to configure the basic system architecture for 3.6.1.3.0. After you have com-
pleted these steps, you will need to perform additional steps required to update or
upgrade any modules that you deployed on your previous version. If you have pur-
chased additional modules for use with 3.6.1.3.0, you will need to use the first-time
installation steps to configure those modules.

The person responsible for performing each step may vary within your organization. We
recommend, however, that you perform the steps in relatively the same order in which
they are listed in the table.

Note: You may upgrade directly to 3.6.1.3.0 from V3.4.0 SP3 and any version after it by
following the steps listed in the tables below. If you are upgrading from a version prior
to V3.4.0 SP3, or if you have any questions about the upgrade process, please contact
Global Support Services.

Update from any version V3.6.1.0.0 through V3.6.1.2.0

Step  Task

Create a backup of your database, and create a backup of any configuration
files that exist in your pre-updated system.

1 This step is not mandatory, but is recommended by Meridium, Inc. Updates
may include changes to configuration files and database elements. If any prob-
lems occur during the update, the configuration files and database can be
restored to their original states from the backup copies.

Update all instances of the Meridium APM Application Server (both dedicated
and supporting).

If you do not have a supporting instance of the Meridium APM Application
Server installed on the Meridium APM Sync Server, Web Services, or Web
Framework Server machine, you will also need to update those machines.

Before you complete this step, you should review the steps required to con-
figure the modules/features that you purchased and consolidate any over-
lapping steps.
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Updating or Upgrading Meridium APM to 3.6.1.3.0

Step Task

For each baseline configuration file that Meridium, Inc. has changed between
your current version and 3.6.1.3.0, reconcile the differences between the
updated baseline files and your existing, customized configuration files.

Click here for more information about configuration files and server
upgrades.

Update all Meridium APM Framework machines.

If you are using mobileAPM, update the mobileAPM App on any mobile
devices that your site plans to use.

Upgrade from any version V3.6.0.0.0 through V3.6.0.12.6

Step  Task

Upgrade all instances of the Meridium APM Application Server (both dedicated
and supporting).

If you do not have a supporting instance of the Meridium APM Application
Server installed on the Meridium APM Sync Server, Web Services, or Web
Framework Server machine, you will also need to apply the maintenance
release to those machines. If you have followed our recommendation to
install a supporting instance of the Meridium APM Application Server on these
machines, updating that instance will also update the components that it sup-
ports.

Before you complete this step, you should review the steps required to con-
figure the modules/features that you purchased and consolidate any over-
lapping steps.
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Step  Task

If you are upgrading from V3.6.0.1.0, V3.6.0.2.0, or V3.6.0.3.0, complete this
step.
Delete the following rules projects from your Rules Library in Configuration
Manager:
2 « Rules Library\Client\RBN\RBI_ASM_Mapping
« Rules Library\Client\RBI\RBI_ASM_MappingFactory
If you have implemented custom rule code in this area, you should create a
backup of your custom rules prior to deleting these projects. Then, after you
upgrade your database, you can merge your customer changes with the
upgraded rule code.
Upgrade your database.
This includes the following steps, which you should complete in the order in
which they are listed here:
A. Upgrade the database using the Database Upgrade Manager.
B. Review the log for duplicate records.
3 C. Send the upgrade logs to Meridium, Inc.
D. Activate licensed modules and products.
E. Compile the database.
rIMPORTANT: If your starting database version is V3.5.1 through V3.6.0.6.0
and you are planning to use Oracle Server 12.1.0.2 or higher, there are addi-
tional steps you must complete prior to upgrading your database. These
steps are described in Step 4 of the About Upgrading Your Database topic.
For each baseline configuration file that Meridium, Inc. has changed between
your current version and 3.6.1.3.0, reconcile the differences between the
4 updated baseline files and your existing, customized configuration files.
Click here for more information about configuration files and server
upgrades.
5 Upgrade all Meridium APM Framework machines.
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Step Task

If you are using mobileAPM, reinstall the mobileAPM App on any mobile

6 devices that your site plans to use.
If you are using mobileAPM on the Panasonic ToughPad or installing on other
7 Windows 8.1 device, you will need to install mobileAPM for Windows 8.1 and

integrate the UHF RFID scanning with mobileAPM on the Panasonic
Toughpad.

Upgrade from any version V3.5.1.0.0 through V3.5.1.12.0

Step  Task

If you will connect to an Oracle database, on the dedicated Application Server
1 machine, install the Oracle Data Access Components version 12.1.0.1 (both 32-
bit and 64-bit versions).

Upgrade all instances of the Meridium APM Application Server (both dedicated
and supporting).

If you do not have a supporting instance of the Meridium APM Application
Server installed on the Meridium APM Sync Server, Web Services, or Web
Framework Server machine, you will also need to apply the maintenance
release to those machines. If you have followed our recommendation to
install a supporting instance of the Meridium APM Application Server on these
machines, updating that instance will also update the components that it sup-
ports.

Before you complete this step, you should review the steps required to con-
figure the modules/features that you purchased and consolidate any over-
lapping steps.
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Step Task

Upgrade the SQL Server Report Server.

Note: The instructions for upgrading the Meridium APM Adapter for SSRS
3 assume that you were using the 64-bit Adapter for SSRS in your previous ver-
sion. If you were using the 32-bit Adapter for SSRS, you will need to uninstall
the older 32-bit version and install the new 64-bit version on a 64-bit SQL
Server Report Server.

Upgrade your database.

This includes the following steps, which you should complete in the order in
which they are listed here:

A. Upgrade the database using the Database Upgrade Manager.

. Review the log for duplicate records.

B
C. Send the upgrade logs to Meridium, Inc.
D

. Activate licensed modules and products.

E. Compile the database.

rIMPORTANT: If your starting database version is V3.5.1 through V3.6.0.6.0
and you are planning to use Oracle Server 12.1.0.2 or higher, there are addi-
tional steps you must complete prior to upgrading your database. These
steps are described in Step 4 of the About Upgrading Your Database topic.

For each baseline configuration file that Meridium, Inc. has changed between
your current version and 3.6.1.3.0, reconcile the differences between the
updated baseline files and your existing, customized configuration files.

Click here for more information about configuration files and server
upgrades.

6 Upgrade all Meridium APM Framework machines.

Upgrade from any version V3.5.0 through v3.5.0.0.7.1
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Step  Task

If you will connect to an Oracle database, on the dedicated Application Server
machine:

A. Install the Oracle Data Access Components version 12.1.0.1 (both 32-bit
1 and 64-bit versions).

B. Additionally, modify the machine configuration file to undo modi-
fications that were made to bind the 64-bit .Net Framework to the
Oracle Data Access Component in previous releases.

Upgrade all instances of the Meridium APM Application Server (both dedicated
and supporting).

If you do not have a supporting instance of the Meridium APM Application
Server installed on the Meridium APM Sync Server, Web Services, or Web
Framework Server machine, you will also need to apply the maintenance
release to those machines. If you have followed our recommendation to
install a supporting instance of the Meridium APM Application Server on these
machines, updating that instance will also update the components that it sup-
ports.

Before you complete this step, you should review the steps required to con-
figure the modules/features that you purchased and consolidate any over-
lapping steps.

Upgrade the SQL Server Report Server.

Note: The instructions for upgrading the Meridium APM Adapter for SSRS
3 assume that you were using the 64-bit Adapter for SSRS in your previous ver-
sion. If you were using the 32-bit Adapter for SSRS, you will need to uninstall
the older 32-bit version and install the new 64-bit version on a 64-bit SQL
Server Report Server.

If you connect to a SQL Server database and the Database Server is a 2008 R2
4 machine, complete this step.

Install SQL Server 2008 R2 SP2 on the Database Server.
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Step Task

If you connect to an Oracle database, complete this step.

Run the script ALT_MI_USER on the Database Server.

Upgrade your database.

This includes the following steps, which you should complete in the order in
which they are listed here:

A. Upgrade the database using the Database Upgrade Manager.

. Review the log for duplicate records.

B
C. Send the upgrade logs to Meridium, Inc.
D

. Activate licensed modules and products.

E. Compile the database.

For each baseline configuration file that Meridium, Inc. has changed between
your current version and 3.6.1.3.0, reconcile the differences between the
7 updated baseline files and your existing, customized configuration files.

Click here for more information about configuration files and server
upgrades.

If you use non-English translations in Meridium APM, complete this step.

Redeploy the baseline translations.

Note: When you redeploy the baseline translations, your custom trans-
lations will be maintained.

9 Upgrade all Meridium APM Framework machines.

Upgrade from any version V3.5.0 SP1 LP through v3.5.0.1.9.0
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Step  Task

If you will connect to an Oracle database, on the dedicated Application Server
machine:

A. Install the Oracle Data Access Components version 12.1.0.1 (both 32-bit
1 and 64-bit versions).

B. Additionally, modify the machine configuration file to undo modi-
fications that were made to bind the 64-bit .Net Framework to the
Oracle Data Access Component in previous releases.

Upgrade all instances of the Meridium APM Application Server (both dedicated
and supporting).

If you do not have a supporting instance of the Meridium APM Application
Server installed on the Meridium APM Sync Server, Web Services, or Web
Framework Server machine, you will also need to apply the maintenance
release to those machines. If you have followed our recommendation to
install a supporting instance of the Meridium APM Application Server on these
machines, updating that instance will also update the components that it sup-
ports.

Before you complete this step, you should review the steps required to con-
figure the modules/features that you purchased and consolidate any over-
lapping steps.

Upgrade the SQL Server Report Server.

Note: The instructions for upgrading the Meridium APM Adapter for SSRS
3 assume that you were using the 64-bit Adapter for SSRS in your previous ver-
sion. If you were using the 32-bit Adapter for SSRS, you will need to uninstall
the older 32-bit version and install the new 64-bit version on a 64-bit SQL
Server Report Server.

If you connect to a SQL Server database and the Database Server is a 2008 R2
4 machine, complete this step.

Install SQL Server 2008 R2 SP2 on the Database Server.
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Step Task

If you connect to an Oracle database, complete this step.

5
Run the script ALT_MI_USER on the Database Server.
Upgrade your database.
This includes the following steps, which you should complete in the order in
which they are listed here:
A. Upgrade the database using the Database Upgrade Manager.
6

. Review the log for duplicate records.

B
C. Send the upgrade logs to Meridium, Inc.
D

. Activate licensed modules and products.

E. Compile the database.

For each baseline configuration file that Meridium, Inc. has changed between
7 your current version and 3.6.1.3.0, reconcile the differences between the
updated baseline files and your existing, customized configuration files.

If you use non-English translations in Meridium APM, complete this step.

Redeploy the baseline translations.

8
Note: When you redeploy the baseline translations, your custom trans-
lations will be maintained.

9 Upgrade all Meridium APM Framework machines.

Upgrade from any version V3.4.5 through V3.4.5.0.1.4
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Step  Task

If you will connect to an Oracle database, on the dedicated Application Server
machine:

A. Install the Oracle Data Access Components version 12.1.0.1 (both 32-bit
1 and 64-bit versions).

B. Additionally, modify the machine configuration file to undo modi-
fications that were made to bind the 64-bit .Net Framework to the
Oracle Data Access Component in previous releases.

Upgrade all instances of the Meridium APM Application Server (both dedicated
and supporting).

If you do not have a supporting instance of the Meridium APM Application
Server installed on the Meridium APM Sync Server, Web Services, or Web
Framework Server machine, you will also need to apply the maintenance
release to those machines. If you have followed our recommendation to
install a supporting instance of the Meridium APM Application Server on these
machines, updating that instance will also update the components that it sup-
ports.

Before you complete this step, you should review the steps required to con-
figure the modules/features that you purchased and consolidate any over-
lapping steps.

Upgrade the SQL Server Report Server.

Note: The instructions for upgrading the Meridium APM Adapter for SSRS
3 assume that you were using the 64-bit Adapter for SSRS in your previous ver-
sion. If you were using the 32-bit Adapter for SSRS, you will need to uninstall
the older 32-bit version and install the new 64-bit version on a 64-bit SQL
Server Report Server.

If you connect to a SQL Server database and the Database Server is a 2008 R2
4 machine, complete this step.

Install SQL Server 2008 R2 SP2 on the Database Server.
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Step Task

If you connect to an Oracle database, complete this step.

Run the script ALT_MI_USER on the Database Server.

Upgrade your database.

This includes the following steps, which you should complete in the order in
which they are listed here:

A. Upgrade the database using the Database Upgrade Manager.

. Review the log for duplicate records.

B
C. Send the upgrade logs to Meridium, Inc.
D

. Activate licensed modules and products.

E. Compile the database.

For each baseline configuration file that Meridium, Inc. has changed between
your current version and 3.6.1.3.0, reconcile the differences between the
7 updated baseline files and your existing, customized configuration files.

Click here for more information about configuration files and server
upgrades.

If you use non-English translations in Meridium APM, complete this step.

Redeploy the baseline translations.

Note: When you redeploy the baseline translations, your custom trans-
lations will be maintained.

9 Upgrade all Meridium APM Framework machines.
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Directory of Shortcuts to the Most Frequently Vis-
ited Topics

. Hardware and software requirements

« Upgrading my Meridium APM system

« Directory of additional Meridium APM components

« Configuring the Application Server

. Deploying translations for Meridium APM
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Directory of Additional Meridium APM Components

The following table provides an alphabetical list of the modules/features that you can
configure for Meridium APM with a link to the complete steps for configuring that mod-
ule/feature. You can use this table as a directory for accessing the system requirements
and deployment steps for a given module/feature. This table also contains the name of
the license that activates each module/feature.

The upgrade steps provided for each module/feature include information that you need
to upgrade the module/feature if you had deployed it in a previous version. If you are
adding an additional module/feature to your Meridium APM deployment, you should
refer to the first-time deployment steps for that module/feature.

Module/Feature
Name

System Requirements and Deployment Steps

AMS Analytics « System Requirements
Activated with the , First-Time Deployment Steps
AMS Analytics

license « Upgrade Steps

Asset Answers

Integration « System Requirements
Activated with the ¢ First-Time Deployment Steps
Asset Answers « Upgrade Steps

license

Asset Criticality
Analysis

Activated with the
Meridium APM
Framework Tools
license

Note: The ACA » System Requirements

feature that « First-Time Deployment Steps

updates crit- « Upgrade Steps
icality indicator

values in SAP is
activated with
the SAP Inter-
faces - Criticality
Assessment
license.
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Il\\l/lodule/Feature System Requirements and Deployment Steps
ame

Asset Health Man-
ager

System Requirements
Activated with the  , First-Time Deployment Steps
Meridium APM
Framework Tools
license

« Upgrade Steps

Asset Strategy
Implementation

Activated with « System Requirements
ASM and ASI « First-Time Deployment Steps
Additional fea- - Upgrade Steps

tures activated
with AS/ for SAP

Asset Strategy

Management « System Requirements
Activated with the ¢ First-Time Deployment Steps
ASM and ASI « Upgrade Steps

license

Asset Strategy

Optimization « System Requirements
Activated with the , First-Time Deployment Steps
Asset Strategy U de St

Optimization * -parade ~teps

license

Calibration Man-
agement « System Requirements

Activated with the = ¢ First-Time Deployment Steps

Calibration Man-  « Upgrade Steps
agementlicense

Core Analysis

) ) « System Requirements
Activated with the i ,
Meridium APM « First-Time Deployment Steps
Framework Tools =« Upgrade Steps
license
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Module/Feature
Name

Failure Modes
and Effects Ana-
lysis

Activated with the
RCM and FMEA
license

GE System 1

Activated with the
Meridium APM
Framework Tools
license

Generation Man-
agement

Activated with the
Generation Man-
agementlicense

Hazards Analysis

Activated withe
the Hazards and
Operability Ana-
lysis license

Inspection Man-
agement

Activated with the
Inspection Man-
agementlicense

Lubrication Man-
agement

Activated with the
Lubrication Man-
agementlicense

Directory of Additional Meridium APM Components

System Requirements and Deployment Steps

System Requirements
First-Time Deployment Steps
Upgrade Steps

System Requirements
First-Time Deployment Steps

System Requirements
First-Time Deployment Steps
Upgrade Steps

System Requirements
First-Time Deployment Steps
Upgrade Steps

System Requirements
First-Time Deployment Steps
Upgrade Steps

System Requirements
First-Time Deployment Steps
Upgrade Steps
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Module/Feature

Name System Requirements and Deployment Steps

Maximo Inter-

faces « System Requirements
Activated with the = * First-Time Deployment Steps
Maximo Inter- « Upgrade Steps

faces license

Meridium APM

Web Framework | System Requirements

Activated with the  , First-Time Deployment Steps

Meridium APM U de S

Web Framework ~ * “P8rade steps
license

Metrics and

Scorecards « System Requirements

Activated with the = ¢ First-Time Deployment Steps

Metrics and Score- « Upgrade Steps
cards license

MobileAPM . System Requirements

Activated with the  , First-Time Deployment Steps
Operator Rounds

license - Upgrade Steps

NR13 You can download the NR13 help documentation here (PDF).down-
load the NR13 help documentation here: https://www.me-

Activated with the  ridium.com/secure/documentation/NR13/Meridium APM NR13

NR13license Module.pdf

Operator Rounds | System Requirements

Activated with the  , First-Time Deployment Steps
Operator Rounds

license « Upgrade Steps

Oracle EBS eAM = ° >YStem Requirements

Interfaces « First-Time Deployment Steps for Oracle SOA Gateway
Activated with the = ¢ First-Time Deployment Steps for Oracle DB Direct
Oracle EBS eAM « Upgrade Steps for Oracle SOA Gateway

Interfaces license « Upgrade Steps for Oracle DB Direct
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Module/Feature
Name

Policy Manager

Activated with the
Policy Manager
license

Process Data
Integration

Activated with the
Meridium APM
Framework Tools
license.

Additional fea-
tures activated
with the following
licenses:

e OS| Pl Inter-
faces

e OPC Interfaces

Production Loss
Accounting

Activated with the
Production Loss
Accounting
license

RBI 581

Activated with the
RBI 581 license

Recommendation
Management

Activated with the
Meridium APM
Framework Tools
license

Directory of Additional Meridium APM Components

System Requirements and Deployment Steps

« System Requirements

First-Time Deployment Steps
Upgrade Steps

System Requirements
First-Time Deployment Steps
Upgrade Steps

System Requirements
First-Time Deployment Steps
Upgrade Steps

System Requirements
First-Time Deployment Steps
Upgrade Steps

System Requirements
First-Time Deployment Steps
Upgrade Steps
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Module/Feature
Name

Reliability
Centered Main-
tenance

Activated with the
RCM and
FMEA license

Reliability Ana-
lytics

Activated by the
Reliability Ana-
lytics license

Risk Assessment

Activated with the
Meridium APM
Framework Tools
license

Risk Based Inspec-
tion

Activated with the
Risk Based Inspec-
tion license

Root Cause Ana-
lysis

Activated with the
Root Cause Ana-
lysis license

Directory of Additional Meridium APM Components

System Requirements and Deployment Steps

System Requirements
First-Time Deployment Steps
Upgrade Steps

System Requirements
First-Time Deployment Steps
Upgrade Steps

System Requirements
First-Time Deployment Steps
Upgrade Steps

System Requirements
First-Time Deployment Steps
Upgrade Steps

System Requirements
First-Time Deployment Steps
Upgrade Steps
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'l\\l/lgg"::ale/ Feature  gystem Requirements and Deployment Steps

SAP Interfaces

Activated with the
SAP Interfaces -
Foundation
license.

Additional fea- _
tures activated « System Requirements

with the following . First-Time Deployment Steps for PI Customers

licenses: . .
censes « First-Time Deployment Steps for Non-PI Customers

e SAP Interfaces

- Process Integ-
ration « Upgrade Steps for Non-PI Customers

« Upgrade Steps for PI Customers

e SAP Interfaces
-Technical
Characteristics

e SAP Interfaces-
Work Man-
agement

SIS Management

) ] « System Requirements
Activated with the

S/S « First-Time Deployment Steps
Management « Upgrade Steps
license

Thickness Mon-
itoring « System Requirements

Activated with the = ¢ First-Time Deployment Steps

Thickness Mon- « Upgrade Steps
itoring license
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Overview: The Basic Meridium APM System

The basic Meridium APM systemn consists of machines and software that are required
for ANY Meridium APM implementation to function. Implementation of the basic
Meridium APM system gives you the foundation-level analysis tools within the APM
Framework application and is the basis upon which you can add additional machines
that provide functionality for other Meridium APM components. This section of the doc-
umentation provides details on the architecture of the basic Meridium APM system,
including the hardware and software requirements for each machine within the basic
system.

The HW and SW requirements and Meridium APM system architecture represent the
environment in which Meridium, Inc. tests Meridium APM. This is the environment that
we recommend you use in your system. Throughout the documentation, we assume
that your system meets these requirements. In addition, the HW and SW requirements
indicate the associated behavior of the installers if these requirements are not met. You
can use these as a reference for how the installation process behaves within the basic
Meridium APM system.

Other HW or SW may be required for a specific module or feature that is not required to
deploy the basic Meridium APM system. System requirements for specific modules and
features is located in the documentation for that module or feature.

Directory of HW and SW requirements for the basic Meridium
APM system architecture

Use the following list as a directory to locate the HW and SW requirements for each com-
ponent of the basic Meridium APM system architecture.

Basic System Architecture Component

APM Application Server machine

APM Framework machine

APM Database Server machine

SQL Server Report Server

For a directory of HW and SW requirements for additional Meridium APM components,
click here.

For HW and SW requirements for translations in Meridium APM, click here.
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The Basic Meridium APM System Architecture

Meridium APM is a multi-tier system that runs on the Microsoft .NET Framework with
some HTML5 components. The .NET Framework is an infrastructure for building, deploy-
ing, and running thin- and thick-client applications. In its most basic implementation,
the Meridium APM architecture consists of the following machines. To read a detailed
description of each machine, click the hyperlinked machine name. To collapse the
detailed descriptions, click the machine name again.

o Meridium APM Application Server

A computer on which the Meridium APM Application Server software is installed.
The Meridium APM Application Server machine contains Internet Information Ser-
vices (IIS), which serves as the host for communication between the Application
Server and APM Framework workstations. The Meridium APM Application Server:

m Contains and executes the Meridium APM business objects implemented
using the .NET transaction management framework.

m Receives requests from an APM Framework computer, processes those
requests, connects to the database to retrieve information, and returns that
information to the APM Framework computer.

m Executes and enforces the business logic and business rules.
m Processes data.
m Performs calculations.

Your Meridium APM system should include multiple Meridium APM Application
Server instances.

m Meridium APM Application Server machines that will receive and process
requests from Meridium APM Framework workstations are referred to as
dedicated Meridium APM Application Servers and should not have any other
Meridium APM components installed on them (with the exception of the
APM Framework applications). You can have one or more dedicated Applic-
ation Servers in your implementation. The number of dedicated Application
Servers you need will depend upon the number of users you have.

» Meridium APM Application Server instances that exist to support other
Meridium components are referred to as supporting Meridium APM Applic-
ation Servers. We recommend you install a supporting instance of the
Meridium APM Application Server on every Meridium APM Server machine.
For example, for the Meridium APM Web Framework, a supporting
Meridium APM Application Server must be installed on the Meridium APM
Web Framework machine. For more information on this and other com-
ponents, refer to the directory of additional Meridium APM components.

e Meridium APM Framework Machine

The computer on which the Meridium APM Framework application is installed.
The Meridium APM Framework serves as the user interface for Meridium APM.
From Meridium APM Framework workstations, users can connect to a dedicated
Meridium APM Application Server and perform tasks using the Meridium APM
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tools.

Note: There is no functional restriction that prevents Meridium APM Framework
instances from connecting to supporting Meridium APM Application Servers. For
performance reasons and caching considerations, however, we recommend that
you enforce this restriction manually. Throughout the Meridium APM doc-
umentation, whenever we refer to the Meridium APM Application Server within
the context of the Meridium APM Framework, unless otherwise specified, we are
referring to a dedicated Meridium APM Application Server machine.

Each Meridium APM Framework workstation may also have the Meridium APM
Administrative Applications installed. The Meridium APM Framework application
and the Meridium APM Administrative Applications (with some exceptions) will
also be installed on the Meridium APM Application Server automatically so that
the Application Server can function as a Meridium APM Framework workstation.

Note: In most cases, we do not make a distinction between Meridium APM
Framework workstations where the Administrative Applications are installed and
Meridium APM Framework workstations where the Administrative Applications
are notinstalled. Because the Administrative Applications usually use the same
configuration and settings that are defined for the Meridium APM Framework
application, you can assume that all guidelines outlined for Meridium APM
Framework workstations apply to all Meridium APM Framework workstations,
regardless of whether or not the Administrative Applications are also installed.
Exceptions are noted where appropriate.

« Database Server

The computer on which the database software (Oracle or SQL Server) and the phys-
ical Meridium APM databases or schemas reside. Your Database Server may con-
tain multiple Meridium APM databases or schemas (e.g., a test database and a
production database). The Database Server answers requests for data from
Meridium APM Application Servers. The Meridium APM database or schema con-
tains the metadata (information about Entity families, fields, System Codes, etc.)
and the tables containing actual data. The Meridium APM system allows for a
single, central database, which can be accessed from any site at which the
Meridium APM software has been installed. This approach enables cross-site and
cumulative analyses.

o SQL Server Report Server

The computer on which the SQL Server Reporting Services is installed. The SQL
Server Report Server stores SQL Server reports. Reports can be developed via a
Meridium APM Framework workstation, and when they are saved to the Meridium
APM Catalog, they will be simultaneously uploaded to the SQL Server Report
Server. After they exist on the SQL Server Report Server, they can be viewed by
other Meridium APM users through:

o The Meridium APM Framework application.
o The Meridium APM Web Framework application (this is an optional com-
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ponent).
« Through a web browser using SQL Server Report Manager.

In addition to the custom reports that can be created using SQL Server Reporting
Services, the Meridium APM database contains baseline SQL Server Reporting Ser-
vices reports. In the image below, the basic Meridium APM system architecture
does not show the external database that is required for SQL Server Reporting Ser-
vices. Click here for more information on the system requirements for the SQL
Server Report Server.

Note that while the SQL Server Report Server is part of the basic Meridium APM
architecture, it is not considered a Meridium APM Server. Therefore, you are not
required to install a supporting instance of the Meridium APM Application Server
on the SQL Server Report Server machine. You will, however, need to install the
Meridium APM Adapter for SSRS on this machine. Click here for more information
on how the SQL Server Report Server interacts within the basic Meridium APM sys-
tem architecture.

In the recommended implementation, Meridium APM is deployed in a distributed envir-
onment where each workstation described above is a separate, physical machine in
your system. The following image illustrates the basic Meridium APM System archi-
tecture.

Meridium APM
Framework
Workstations

Database Server

Meridium APM
. . Contains the Meridium
Application Server i e
{Dedicated)

5QL Server
Report Server
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This image shows one dedicated Meridium APM Application Server. In a deployment
where multiple dedicated Meridium APM Application Servers exist, connections can be
managed manually by assigning users to specific servers, or they can be managed auto-
matically by a hardware- or software-based network load balancer.

Note: A given Meridium APM Framework machine can access only one Application

Server and data source at a time. A single Application Server can access multiple data-
bases.

If you choose to use a network load balancer, the type of solution that you deploy will
depend upon how your network is set up. In either solution, you must ensure that the
client affinity is configured to be sticky. Note that some load balancers provide different
communication strategies, such as Unicast or Multicast, with or without Internet Group
Management Protocol (IGMP) support. Unicast solutions are designed to flood switches,
and multicast solutions with IGMP support require all network hardware to be com-
patible with it. Attempting to compensate for the adverse effects of switch flooding or
IGMP support by using virtual LANs will have considerable performance implications for
Meridium APM.

rIMPORTANT: We strongly recommended that you thoroughly test any network load
balancing solution before you deploy it in a production environment.
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Meridium APM Application Server - Hardware and
Software Requirements

Hardware Requirements

The following hardware requirements outline the minimum hardware required for any
machine that will serve as the Meridium APM Application Server machine. These require-
ments account for the Meridium APM software only. Additional hardware may be
required on an Application Server machine where other components are installed.
These requirements may not be sufficient, depending upon how your system is con-
figured.

« Two Processor Cores, 2+ GHz
« 4GB RAM
« 20 GB Hard Drive space

Meridium APM recommends a 100BASE-TX switched network between the Application
Server, Database Server, Web Server, and Meridium APM Web Framework Server. A min-
imum of 128KBPS link is required between the Application Server and the APM Frame-
work machines. Full duplex communication must be enabled between servers. We
recommend that you also enable full duplex communication between Meridium APM
Framework machines and servers.

Note: 100BASE-TX is not a requirement but is highly recommended. An entire
T100BASE-TX network would be an ideal situation.

If you are using a virtual machine (VM) to host your Meridium APM Application Server,
we recommend that:

« You increase the physical server CPU and hard drive space requirements by 20%
to ensure that the application will perform equivalently in a virtualized envir-
onment.

« You double the physical server memory requirements.
« Each VM have its own dedicated processor cores and memory allocation to ensure
appropriate performance.
Meridium, Inc. supports Hyper-V and VMWare platforms.

These requirements may not be sufficient, depending upon how your system is con-
figured. Parameters that affect the hardware requirements include the number of users,
modules purchased, database size, and other factors that can vary from one customer
to another. For help refining your specific system requirements, consult a member of
the Meridium Inc. Global Support Services or Professional Services department.

Software Requirements
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The following software components are required on any machine that will serve as the
Meridium APM Application Server. This table is intended to be used as a reference of the
behavior of the Meridium APM Application Server and Add-ons installer as it relates to
each component. In addition to the components that appear in this list, there are con-
figuration settings that will need to be set depending upon your operating system.

Behavior of
Meridium APM
Server and Add-
ons Installer

Software Name and Ver- Where You Can
sion Obtain It

Required?

If this is not
found, the
installer will
close.

Microsoft.net 3.5 SP1 Microsoft Yes

If this is not
found, the
installer will
install it auto-
matically.

Microsoft.net 4.0 Microsoft Yes

If this is not
found, the
installer will
install it auto-
matically.

Microsoft.net 4.5 Microsoft Yes

If this is not
found, the
installer will
install it auto-
matically.

Microsoft Shared Man-

agement Objects (SMO)
and Common Language
Runtime Types (CLR)

Microsoft Yes

If this is not
found, the
Yes installer will
install it auto-
matically.

ReportViewer2008 Microsoft

Microsoft WSE 3.0 Runtime

Microsoft or
Meridium APM
3rd party dis-
tribution package

Yes

If this is not
found, the
installer will
close.
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Behavior of
Software Name and Ver- Where You Can . Meridium APM
: : Required?
sion Obtain It Server and Add-
ons Installer
Windows 2008 R2 (64-bit) If this is not
oS found, a mes-
_ sage will appear,
-or- indicating that
Windows 2012 (64-bit) OS Microsoft Yes Fhe environment
is not supported.
-or- You can, how-
ever, continue
Windows 2012 R2 (64-b|t) the installation
05 process.
If this is not

found, a mes-
sage will appear,
indicating that
the environment
is not supported.
You can, how-
ever, continue
the installation
process.

Internet Explorer 8.0, 9.0,

10.0, or 11.0 Microsoft Yes

If this is not
found, an error
message will
appear, and the
installer will
close.

II1S 7.0 or later Microsoft Yes

If this is not
found, the
installer will
close.

1S 6 WMI Compatibility Microsoft Yes

If this is not
found, the
Microsoft ADOMD.Net Microsoft Yes installer will
install it auto-
matically.
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Software Name and Ver-
sion

Microsoft.Web.Services3.dll

Microsoft Visual Studio for
Applications (VSTA)

Microsoft Business Intel-
ligence Development Stu-
dio (if you are using SQL
Server Reporting Services
2008 R2)

_Or_

SQL Server Data Tools
(SSDT) (if you are using SQL
Server Reporting Services
2012)

Where You Can
Obtain It

Microsoft

Microsoft
_or_

Meridium APM
3rd party dis-
tribution package

Microsoft

Required?

Yes

Yes, if you want
to install the Con-
figuration Man-
ager application.
Otherwise, this is
not required.

Yes, if you want
to design reports
on that machine.
Otherwise, this is
not required.

Behavior of
Meridium APM
Server and Add-
ons Installer

If this is not
found, the
installer will
close.

If the Con-
figuration Man-
ager option is
selected, and
this is not found,
a message will
appear, indic-
ating that you
cannot continue
with the install-
ation process for
the Con-
figuration Man-
ager.

If the Meridium
Adapter for SSRS
Designer option
is selected and
this is not found,
the installer will
close.
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Behavior of
Meridium APM
Server and Add-

Software Name and Ver- Where You Can
sion Obtain It

Required?

ons Installer

Jet 4.0

Microsoft Access Database

Engine (ACE) 2010

WinMerge

Oracle Data Provider for

.NET (ODP.NET) 12.1.0.1

(32-bit and 64-bit)

Microsoft

Meridium APM
3rd party dis-
tribution package

This is a third-
party component,
and must be
obtained from
WinMerge Devel-
opment.

Meridium APM
3rd party dis-
tribution package

No

*This is required
only if you have
translations
stored in your
database, and
you want those
translations to
be exported dur-
ing the database
upgrade pro-
cess.

Yes

Yes, if you will
use the
Meridium APM
Database Com-
parison Tool.
This tool is
required if you
are upgrading
Meridium APM,
but is not
required if you
are performing a
first-time install-
ation.

No

*This is required
only on Applic-
ation Server
machines that
connect to
Oracle Database
Servers.

The installer
does not check
for this com-
ponent.

The installer
does not check
for this com-
ponent.

If this is not
found, an error
message will
appear.
However, you
can continue
through the
installation pro
cess without
installing
WinMerge.

The installer
does not check
for this com-
ponent.
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Software Name and Ver-
sion

Oracle Services for
Microsoft Transaction
Server 12.1.0.1 (64-bit)

Microsoft Message
Queuing (MSMQ)

MSXML 3.0
MSXML3 Exception INF

Where You Can
Obtain It

Meridium APM
3rd party dis-
tribution package

Microsoft

Microsoft Internet
Explorer.

This is installed
automatically with
Internet Explorer
6.0 and later.

Required?

No

*This is required
only on Applic-
ation Server
machines that
connect to
Oracle Database
Servers.

Yes

Yes

Behavior of
Meridium APM
Server and Add-
ons Installer

The installer
does not check
for this com-
ponent.

If this is not
found, you can
continue
through the
installation pro-
cess. This service
can be activated
through roles in
the Server Man-
ager.

The installer
does not check
for this com-
ponent.
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Behavior of

Software Name and Ver- Where You Can . Meridium APM
Required?

Server and Add-
ons Installer

sion Obtain It

Visual C++ 8.0 CRT (x86)
WinSXS MSM

Visual C++ 8.0 MFC (x86)

WinSXS MSM
Visual C++ 10.0 CRT (x86) If this is not
found, the
Meridium APM Yes installer will
) install it auto-
Visual C++ 9.0 CRT (x86) matically.

WinSXS MSM

Visual C++ 10.0 ATL (x64)

Visual C++ 9.0 ATL (x86)
WinSXS MSM
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About the Operating System in the Meridium APM
Testing Environment

Note: The following information is specific to the 2008 R2 operating system. The same
information is also available for the 2012 operating system.

The Meridium APM testing environment uses the 64-bit version of Windows Server 2008
R2 and 2012 for all instances of the Meridium APM Application Server (both dedicated
and supporting). The operating system is not distributed by Meridium, Inc. and must be
obtained from another vendor. While instructions on installing the operating system
exceeds the scope of this documentation, we do provide guidelines on how the oper-
ating system in the Meridium APM testing environment is configured for each version of
the operating system. We recommend that you configure your system to match the
Meridium APM testing environment.

Roles and Role Services

The following roles are installed on the Meridium APM Application Server instances in
the Meridium APM testing environment. Click either of these roles to see what addi-
tional items need to be installed for that role:

« Application Server

« Web Server (11S)

These roles can be installed via the Add Roles and Features Wizard in the Server Man-
ager. After the roles are installed, the Select Server Roles screen in the Add Roles Wiz-
ard should look similar to the following image.
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Add Roles Wizard [ x|
E o
! Select Server Roles

Eefore You Begin

Seleck one or more roles o install on this server,

Server Roles Roles: Description:
Confirmation ] Jﬂu:t'-.-'e [:Ir'EEtu::r';.- Eertifu:ate ':'- ices %m%n
Progress L] Active Directory Domain Services autharities and related role services
|: Active Directory Federation Services that allow wou to issue and manage
Results l: Active Directory Lightweight Directory Services certificates used in a variety of
[] Active Directory Rights Management Services applications.

Application Server (Instaled)
[] DHCP Server
|: DMS Server
|: Fax Server
[] File Services
l: Hyper-v
[] Metwork Policy and Access Services
|: Print and Document Services
l: Remate Deskkop Services
Web Server (115) (Installed)
[] windows Deployment: Services
[ windows Server Update Services

Mare about server roles

< Previous I [exk = Inistall Cancel

Component Services settings for Local DTC

The following image shows how the Local DTC properties are set in Component Services
for all instances of the Meridium APM Application Server in the Meridium APM testing
environment.,
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Local DTC Properties

.Tracingl Logging  Security |

— Security Settingz
v Metwork DTC Access

— Client and Adrminiztration
[T Allow Remote Clients [ Allow Remate Adminiztation

— Tranzaction Manager Communication
v Allow Inbound v Allows Dutbound
' Mutual Authentication Flequired
% |ncoming Caller Authentication Fequired
" Mo Authentication Required

[” Enable ¥4 Transactions ¥ Enable SH& LU .2 Tranzactions
—DTC Logon Account

Account INT AUTHORITY M etvwark S ervice Browse. . |

Pazzword: I

Confirmn pazsswiord; I

Learn more about getting these properties,

k. I Cancel Apply

WebDAV

WebDAV is enabled.
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Application Server Role Services

Note: The following information is specific to the 2008 R2 operating system. The same
information is also available for the 2012 operating system.

The following Application Server role services are installed on the Meridium APM Applic-
ation Server machine within the Meridium APM testing environment:

« Net Framework 3.5.1 and 4.5

« Web Server (IIS) Supports

« COM+ Network Access

« TCP Port Sharing

Windows Process Activation Service Support
m HTTP Activation

Message Queuing Activation

TCP Activation

Named Pipes Activation

« Distributed Transactions
m Incoming Remote Transactions
m Outgoing Remote Transactions

After the Application Server role services are installed, the Select Role Services screen in
the Add Roles Wizard should look similar to the following image.
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= 1

Canfirmation

Progress

Results

'#:;i' Select Role Services

Select the role services ba install For Application Server:

Role services:

Add Role Services E

Description:

\MET Frarme 1 (Inskalled)
Wweb Server (115) Support (Installed)
COM+ Metwark Access (Installed)
TCP Port Sharing (Installed)
E WWindows Process Activation Service Support (Installed)
HTTP Activation (Installed)
Message Queuing Activation {Installed)
TCP Activation (Installed)
Mamed Pipes Activation (Installed)
= [E pistributed Transactions (Installed)
Incoming Remote Transackions (Inskalled)
Cutgaoing Remote Transactions {Installed)
[ wws-Akomic Transactions

More about role services

[MET Framework 3.5.1 includes
‘Windows Comrmunication Foundation
(WCF), 'Windows WorkFlow Foundation
("WF) and Windows Presentation
Foundation (WPF), These frameworks
provide a powerful infrastructure For
creating securely connected services,
workflow driven applications, and rich
user experiences,

= Previous [t = Install | Cancel I
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Web Server Role Services

Note: The following information is specific to the 2008 R2 operating system. The same
information is also available for the 2012 operating system.

The following Web Server role services are installed on the operating system for the
Meridium APM Application Server machine within the Meridium APM testing envir-
onment:

« Web Server
s Common HTTP Features
o Static Content
o Default Document
o Directory Browsing
o HTTP Errors
o HTTP Redirection
o WebDAV Publishing
m Application Development
o ASP .NET
.NET Extensibility
o ASP
ISAPI Extensions
ISAPI Filters
m Health and Diagnostics

e}

e}

e}

o HTTP Logging
o Logging Tools
o Request Monitor
o Tracing
m Security
o Basic Authentication
o Windows Authentication
o Digest Authentication
o Client Certificate Mapping Authentication
o IS Client Certificate Mapping Authentication
o URL Authorization
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o Request Filtering
o IP and Domain Restrictions
m Performance
o Static Content Compression
o Dynamic Content Compression
« Management Tools
« 1IS Management Console
« 1IS Management Scripts and Tools
« Management Service
« |IS 6 management Compatibility
« |IS 6 Metabase Compatibility
« IS 6 WMI Compatibility
« |IS 6 Scripting Tools

After the Web Server (IIS) role services are installed, in the Add Roles Wizard, the top
part of the tree on the Select Role Services screen will look like this:

Add Roles Wizard

ﬁ Select Role Services

Before You Begin Salect the role services to install For Wb Server (IIS):
Server Roles Role sarvices: Descripticn:
i Server ' ki 115 6 Scripting Tools provide the
Pppacaion El I Web Server 21 ability to continue usgqnf»& seripting
Rola Services =l ¥ Common HTTP Features tools that you bult ko manage 115 6 in

Web Server (ITS) [#] Static Corttent 115 7, espedially if your apphications

[+/] Dwefault Document and soripks that use Activelt Data

[#] Directory Browsing Objects (ADO) or Active Directory

_— [#] HTTP Emors Service Inkerface (ADSI) APTs. 115 &

Canfirmation ) Scripting Tools require Windows

[#] HTTP Redirection Process Activation Service
L [] webDay Publishing Configuration AP1.
Results = & Application Development =

[#] asP.MET

[+#] MET Extensibility

[+] asp

[] cal

[#] 15APT Extensions

[#] 156P1 Fikers

[ server Side Inchudes

= & Heslth and Disgnostics

[] HTTP Logging

[#] Losgging Tools

[#] Request Monitor

[¥] Tracia j

More shout rols services
< Previous I Hext > | [nsta Cancel
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...and the bottom part of the tree on the Select Role Services screen should look like

this:

Add Roles Wizard

ﬁi Select Role Services

Before You Begin Select the role services to instal For Web Server (I15):
Server Roles Role services: Discription:
Application Server B ¥ Secur 115 6 Scripting Tools provide the
= = ‘i'»‘l,- . _— -ﬂ ab&fbnm-.srqllsﬂsnm
Roje Servioss (ol Buasic futhenbication tools that you buik to manage 115 6 n
ot Ser 5 ] Windows Authentication 115 7, especially if your applications
Heb server (I5) [¥] Digest Authentication and scripts that use ActiveX, Data
[¥] Client Certificate Mapping Authentication Objects (ADO) or Active Direckory
[¥] 15 Clent Certificate Mapping Authentication 2l 'mﬂfﬂ (ADSI) APls. TI5 6
L} URL fakhortzation Process Activation Service
| Request Filbaring Configuration API.

[#] 1P and Domain Restrictions
= [#] Performance

[#] Skatic Content Compression

[¢] Crynamic Content Compression
= @ Management Toolks

[#] 115 Management Conscle

115 Management Scripts and Tooks
Management Service
115 & Management Compatibiity
[#] 115 & Metabase Compatibility
115 & Wil Compatibibty

EEE

115 & Scripting Tools
115 & Management Console
More sbout role services

=]

-]

e T e
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Enabling WebDAV

After you configure the Application and Web Server Roles Services, you should enable
WebDAV via your IIS Manager.
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Setting the Local DTC Property Settings

Note: The following settings apply to all Meridium APM Application Server instances
(both dedicated and supporting) that are installed on a 2008 R2 operating system,

regardless of whether they point to an Oracle or SQL Server Database Server machine
The same information is available for 2012 operating systems.

To set the Local DTC property settings to match the Meridium APM testing envir-
onment:

1. On the Windows Start menu, click Programs, point to Administrative Tool, and
then click Component Services.
The Component Services window appears

'i_{';' Component Services

%. File Action  View Window

Help | 2] =]
e Al N ERER 7 ol haR] S =3 =
[ Consale Roat = Actions
¥ Component Services
; omponent Services
E Event Yiewer (Local) Computers
., Services (Local)

Mare &ctions

In the tree to the left, expand the Component Services node down to the My Com-
puter node.
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[ Console Root
B Camponent Services
= | | Compukers
= i My Computer
| COM+ applications
| DiZoM Config
| Running Processes
| Distributed Transaction Coardinator
{4] Event Yiewer (Local)
. Services (Local)

3. Expand the Distributed Transaction Coordinator node, and select Local DTC.

(L3 Console Roat
B Component Services
= | | Computers
[=] p8 My Computer
COM4+ Applications
D20 Zonfig

| Running Processes
= | | Distributed Transaction Coordinator
[ ccal DTC

@ Event Yiewer {Local)
- Services {Local)

4. On the menu above the tree, click the Properties button. ||

The Local DTC Propertieswindow appears, displaying the Tracing tab by default.
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Local DTC Properties

Tracing | Lu:uggingl Securityl

— Output Optionz
[+ Trace Output

¥ Trace Tranzactions
[T Trace &ll Tranzactions
¥ Trace &barted Tranzactions

¥ Trace Long-Lived Transactions

— Logging Optionz
e Sezsian | Stop Sesszion Fluzh Drata

|25 b ax. Mum. OF Memary Buffers [zize PageSize]

Learn more about getting these properties,

k. I Cancel Apply

5. Click the Security tab.
The Security tab appears.
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Local DTC Properties

.Tracingl Logging  Security |

— Security Settingz
v Metwork DTC Access

— Client and Adrminiztration
[T Allow Remote Clients [ Allow Remate Adminiztation

— Tranzaction Manager Communication
v Allow Inbound v Allows Dutbound
' Mutual Authentication Flequired
% |ncoming Caller Authentication Fequired
" Mo Authentication Required

[” Enable ¥4 Transactions ¥ Enable SH& LU .2 Tranzactions
—DTC Logon Account

Account INT AUTHORITY M etvwark S ervice Browse. . |

Pazzword: I

Confirmn pazsswiord; I

Learn more about getting these properties,

k. I Cancel Apply

6. Specify the following settings on this tab (i.e., to match the preceding image):

« In the Security Settings section, select the Network DTC Access check box.

« In the Client and Administration section, clear the Allow Remote Clients
check box.

« In the Client and Administration section, clear the Allow Remote Admin-
istration check box.

« In the Transaction Manager Communication section, select the Allow
Inbound check box.

« In the Transaction Manager Communication section, select the Allow Out-
bound check box.

« In the Transaction Manager Communication section, select the Incoming
Caller Authentication Required option.

7. Click OK.

A message appears, indicating that the MSDTC service will be stopped and restar-
ted.
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8. Click the Yes button.

A message appears, indicating that the MSDTC service has been restarted.

9. Click OK.

The Local DTC Properties window closes, and your settings are saved. At this
point, you can close the Component Services window.
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About the Operating System in the Meridium APM
Testing Environment

Note: The following information is specific to the 2012 and 2012 R2 operating sys-
tems. The same information is also available for the 2008 R2 operating system.

The Meridium APM testing environment uses the 64-bit version of Windows Server 2008
R2, 2012, and 2012 R2 for all instances of the Meridium APM Application Server (both
dedicated and supporting). The operating system is not distributed by Meridium, Inc.
and must be obtained from another vendor. While instructions on installing the oper-
ating system exceeds the scope of this documentation, we do provide guidelines on
how the operating system in the Meridium APM testing environment is configured for
each version of the operating system. We recommend that you configure your system to
match the Meridium APM testing environment.

Server Roles and Role features

The following roles are installed on the Meridium APM Application Server instances in
the Meridium APM testing environment. Click either of these roles to see what addi-
tional features need to be installed for that role.

« Application Server

« Web Server (11S)

These roles can be installed via the Add Roles and Features Wizard in the Server Man-
ager. After the roles are installed, the Select Server Roles screen in the Add Roles Wiz-
ard should look similar to the following image.
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Select server roles

Before You Begin Select one or more roles to install on the selected server,

Installation Type Roles

Server Selection -
[] Active Directory Rights Management Services

I [ Application Server (Installed)
[ ] DHCP Server
[] DNS Server
[ ] Fax Server
[+ File And Storage Services (Installed)
] Hyper-v
[] Metwork Policy and Access Services

[] Print and Document Services

[ ] Remote Access

[ ] Remote Desktop Services
[] Velume Activation Services
[ Web Server (II5) {Installed)

[] Windows Deployment Services

[] Windows Server Update Services

Component Services settings for Local DTC

The following image shows how the Local DTC properties are set in Component Services
for all instances of the Meridium APM Application Server in the Meridium APM testing
environment.
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| Tracing | Lugging| Security |

Securty Settings
[w] Metwork DTC Access
Cliert and Administration
[ ] Mlow Remote Clients [ ] Mllow Remate Administration

Transaction Manager Communication
[] Allow Inbound [w] Allow Outbound

() Mutua| Authertication Required
(®) Incoming Caller Authentication Required
() No Authertication Required

[ ] Enable %A Transactions [w] Enable SMA LU .2 Transactions

OTC Logon Account
Account: |NT AUTHORITY \Metwark Service | |

Password: | |

Confim passwaord: |

Leam more about setting these properties.

WebDAV

WebDAV is enabled.
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Application Server Role Features

Note: The following information is specific to the 2012 and 2012 R2 operating sys-
tems. The same information is also available for the 2008 R2 operating system.

The following services are installed on all instances of the Application Server in the
Meridium APM testing environment:

« IIS Management Console

« .Net Framework 3.5 features
« .Net Framework 3.5

« HTTP Activation

« Non-HTTP Activation

« Message Queuing

» Message Queuing Services

« Message Queuing Server

« Windows Process Activation Service
« Process Model

« .Net Environment 3.5

« Configuration APIs

After the Application Server role features are installed, the Select Features screen in the
Add Roles Wizard should look similar to the following image.

Fil

A W
V| .NET Framework 4.5 (Installed
w| COM+ Ne Access alle =
A C ted T t =
[] WSs-Atomic Transactions
| Incoming Met T 3 talle
W going Metwork T 3 alle
Wi T talle
W = = = 3|l =
FE dows Process A t ervice
w| HTTP Act ztalled
v| Message Que - 0 alle
W ed Pipes Activatic talle
| TCP Activation (Installed
— omeeem W
£ m *
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Web Server Role Features

Note: The following information is specific to the 2012 and 2012 R2 operating sys-
tems. The same information is also available for the 2008 R2 operating system.

The following Web Server role features are installed on all instances of the Application
Server in the Meridium APM testing environment:

o Common HTTP Features
m Default Document
m Directory Browsing
m HTTP Errors
m Static Content
m HTTP Redirection
m WebDAV Publishing
« Health and Diagnostics
HTTP Logging
Logging Tools

Request Monitor
m Tracing
« Performance
m Static Content Compression
m Dynamic Content Compression
« Security
m Request Filtering
m Basic Authentication
m Client Certificate Mapping Authentication
m Digest Authentication
m |IS Client Certification Mapping Authentication
m |P and DOcmain Restrictions
m URL Authorization
» Windows Authentication
« Application Development
m .NET Extensibility 3.5
m .NET Extensibility 4.5
m Application Initialization
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m ASP

ASP.NET 3.5

ASP.NET 4.5

ISAPI Extensions
m ISAPI Filters

« Management Tools

IIS Management Console

lIS 6 Management Compatibility
o |IS 6 Metabase Compatibility
o |IS 6 Management Console
o IS 6 Scripting Tools
o 1IS 6 WMI Compatibility
IIS Management Scripts and Tools

Management Service

After the Web Server role features are installed, the Select Features screen in the Add

Roles Wizard should look similar to the following image. The image has been split into
multiple pieces to illustrate the complete list of features, which are not visible without

scrolling in the Roles list.
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4 [W] Web Server (IIS) (Installed)
] Web Server (Installed)

F Common HTTP Features (Installed)
Default Document (Installed)
Directory Browsing (Installed)
HTTP Errors (Installed)
Static Content (Installed)
HTTP Redirection (Installed)
WebDAV Publishing (Installed)

4 [m] Health and Diagnostics (Installed)
HTTP Logging (Installed)
[] Custom Logging
Logging Tools (Installed)
(] ODBC Logging
Reguest Maonitor (Installed)
[w] Tracing (Installed)

4 Performance (Installed)
[w] Static Content Compression (Installed)
Dynamic Content Compression (Installed)

4 [m] Security (Installed)
Request Filtering (Installed)
Basic Authentication (Installed)
[] Centralized SSL Certificate Support
Client Certificate Mapping Authentication (|
Digest Authentication (Installed)
IS Client Certificate Mapping Authenticatiol
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WAL
I

b
I
I

JOR K R KR K

W
[] Server Side Includes
[] WebSocket Protocol
4 [ ] FTP Server
(] FTP Service
[ ] FTP Extensibility
[] IS Hostable Web Core

.

ALY

v| 15 Management Scripts and Tools (Installed
[ ] Management Service

[] Windows Deployment Services

[] Windows Server Update Services

Note: The previous image was taken using a Windows Server 2012 operating system.
If you are using a Windows Server 2012 R2 operating system, the /IS Hostable Web
Core option is not available. You do not need to install this feature on either operating
system.
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Enabling WebDAV

After you configure the Application and Web Server Roles Services, you should enable
WebDAV via your IIS Manager.
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Setting the Local DTC Property Settings

Note: The following settings apply to all Meridium APM Application Server instances
(both dedicated and supporting) that are installed on a 2012 and 2012 R2 operating sys-
tems, regardless of whether they point to an Oracle or SQL Server Database Server
machine. The same information is available for 2008 R2 operating systems.

To set the local DTC property settings to match the Meridium APM testing envir-
onment:

1. On the machine containing the Application Server instance, in the Server Manager,
on the Tools menu, click the Component Services option.

The Component Services window appears.

. Component Services \L‘i-
%. Flle Action View Window Help
e 2@ Ec BE D/ [LlZEE

23 Console Reot = Actions

I [#. Component Services — f ~
[ @ Event Viewer (Local) Computers Component Senvices

[» L5 Services (Local) More Actions

2. In the tree to the left, expand the Component Services node down to the My Com-
puter node.
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Setting the Local DTC Property Settings

(1 Console Root
4 %, Component Services
4 [ | Computers
4 1A My Computer
B[ COM+ Applications
B[] DCOM Config
- [ | Running Processes
b || Distributed Transaction Coordinator
i §2] Event Viewer (Local)
B ofn Services (Local)

3. Expand the Distributed Transaction Coordinator node, and select the Local DTC
node.

(1 Console Root
4 % Component Services
4[| Computers
4 (& My Computer
[ COM+ Applications
B[ DCOM Config
t [ | Running Processes
4 || Distributed Transaction Coordinator
i | ocal DTC
b f2] Event Viewer (Local)
B Ln Services (Local)

e

4. On the menu above the tree, click the Properties button. -]

The Local DTC Properties window appears, displaying the Tracing tab.
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Tracing | Logging | Securty |
Output Options
[#] Trace Output

[#] Trace Transactions
[ ] Trace Al Tranzactions
[#] Trace Aborted Transactions
[#] Trace Long-Lived Transactions

Logging Options

| Mew Session | |Snp5em'm | | Flush Data

Max. Mum. Cf Memory Buffers (size PageSize)

Leam more about setting these properies.

5. Click the Security tab.
The Security tab appears.
6. Specify the settings on this tab according to the following image.
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Local DTC Properties |;-

| Tracing | Logging| Security |

Securty Settings
Metwork DTC Access
Cliert and Administration
[ ] Mlow Remote Clients [ ] Mllow Remate Administration

Transaction Manager Communication

Allow Inbound Allow Outbound
() Mutua| Authertication Required

(®) Incoming Caller Authentication Required

() Mo Authentication Required

[ ] Enable %A Transactions Enable SMA LU 6.2 Transactions
OTC Logon Account

.IE‘ECDQI'It: NT AUTHORITY \MNetwork Service | | EI'O'NSE-‘...
Password:

Confim passwaord:

Leam more about setting these properties.

ok | [ Gt ][ b |

More specifically, in the Security Settings section:
« Select the Network DTC Access check box, and clear the following check
boxes:
= Allow Remote Clients
= Allow Remote Administration
« In the Transaction Manager Communication section, select the following
options:
= Allow Inbound
= Allow Outbound
= Incoming Caller Authentication Required
« Select the Enable SNA LU 6.2 Transactions check box.

7. Click OK.
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A message appears, indicating that the MSDTC service will be stopped and restar-
ted and asks if you want to proceed.

8. Click the Yes button.

A message appears, indicating that the MSDTC service was restarted.
9. Click OK.

The Local DTC Properties window closes, and your settings are saved. At this
point, you can close the Component Services window.
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Microsoft ACE and the Application Server

Microsoft Database Access (ACE) is required on the Meridium APM Application Server if
you have translations stored in your database, and you want those translations to be

exported during the database upgrade process.

The Microsoft ACE software is provided with your 3rd party components distribution
package and is stored in the following location in the root folder: \\Microsoft ACE\12.0.
To install this component, double-click the file AccessDatabaseEngine_x64.exe.

CEHint: If you are prompted to allow ACE to make changes to your computer, click the
Yes button.
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Meridium APM Framework - Hardware and Soft-
ware Requirements

Hardware Requirements

The following hardware requirements outline the minimum hardware required for any
machine that will serve as the Meridium APM Framework machine. These requirements
account for the Meridium APM software only. Additional hardware may be required on
an APM Framework machine where other components are installed. These require-
ments may not be sufficient, depending upon how your system is configured.

« One Processor Core, 1+ GHz

« 2 GB RAM

« 5GB Hard Drive space
Meridium APM recommends a 100BASE-TX switched network between the Application
Server, Database Server, Web Server, and Meridium APM Web Framework Server. A min-
imum of 128KBPS link between the Application Server and the APM Framework

machines. Full duplex communication must be enabled between servers. We recom-
mend that you also enable full duplex communication between clients and servers.

Note: 100BASE-TX is not a requirement but is highly recommended. An entire
100BASE-TX network would be an ideal situation.

Software Requirements

The following software components are required on any machine that will serve as a
Meridium APM Framework workstation. This table is intended to be used as a reference
of the behavior of the Meridium APM Application Server and Add-Ons installer as it
relates to each component.
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and Version

Where You Can
Obtain It

Meridium APM Framework - Hardware and Software Requirements

Required?

Behavior of
Meridium APM
Server and Add-ons
Installer

One of the fol-
lowing operating
Systems:

« Windows XP (32-
bit)

« Windows 7 (64-
bit or 32-bit)

o Windows 8.1 (64-
bit)

o Windows 10 (64-
bit)

Microsoft.net 3.5
SP1

Microsoft.net 4.0

Microsoft
ADOMD.Net

Report Viewer 2008

Internet Explorer
8.0, 9.0, 10.0, or
11.0

Microsoft

Microsoft

Microsoft

Microsoft

Microsoft

Microsoft

Yes

Yes

Yes

Yes

Yes

Yes, if you will use
the machine to
access the Web
Framework applic-
ation. Otherwise,

this is not required.

If this is not found,
a message will
appear, indicating
that the envir-
onment is not sup-
ported. You can,
however, continue
the installation pro-
cess.

If this is not found,
the installer will
close.

If this is not found,
the installer will
install it auto-
matically.

If this is not found,
the installer will
install it auto-
matically.

If this is not found,
the installer will
install it auto-
matically.

If this is not found,
a message will
appear, indicating
that the envir-
onment is not sup-
ported. You can,
however, continue
the installation pro-
cess.
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Software Name
and Version

Where You Can
Obtain It

Required?

Behavior of
Meridium APM
Server and Add-ons
Installer

Microsoft Visual Stu-

dio for Applic-
ations (VSTA)

Microsoft Visual Stu-

dio 2005 Remote
Debugger

Microsoft Business
Intelligence Devel-
opment Studio (if
you are using SQL
Server Reporting
Services 2008 R2)

-0r-

SQL Server Data
Tools (SSDT) (if you
are using SQL
Server Reporting
Services 2012)

Microsoft

_Or_

Meridium APM 3rd
party DVD

Meridium APM 3rd
party DVD

Microsoft

Yes, if you want to:

« Install the Con-
figuration Man-
ager application.

_Or_

o Work with
Strategy rules in
the Meridium
APM Framework
application.

Otherwise, this is
not required.

Yes, if you want to
use the debugging
feature in VSTA on a
64-bit APM Frame-
work machine.
Otherwise, this is
not required.

Yes, if you want to
design reports on
that machine. Other-
wise, this is not
required.

If the Configuration
Manager option is
selected, and this is
not found, a mes-
sage will appear,
indicating that you
cannot continue
with the installation
process for the Con-
figuration Manager.

The Meridium APM
Framework installer
does not check for
this software.

If the Meridium
Adapter for SSRS
Designer option is
selected and this is
not found, the
installer will close.
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Recommended Screen Resolution

To view the Meridium APM Web Framework application and the Meridium APM applic-
ations on the Meridium APM Framework workstation, we recommend that you use a
screen resolution of 1280x1024. The minimum supported screen resolution, however, is

1024x768.
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Meridium APM Framework Machine - Recom-
mended User Permissions

For the APM Framework applications to update automatically, the user who runs the
APM Framework application when an update is available must have administrative per-
mission to the files that need to be updated. For this reason, we recommend that you
grant administrative privileges to the <root>\Program Files\Meridium folders to the
user who will run the APM Framework application and perform the automatic update.
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Database Server Machine - Hardware and Software
Requirements

Hardware Requirements

The following hardware requirements outline the minimum hardware required for any
machine that will serve as the Database Server for the Meridium APM database. These
requirements account for the Meridium APM software only. Additional hardware may be
required on Database Server machines where components other than the Meridium
APM database are installed. These requirements may not be sufficient, depending upon
how your system is configured.

o Four Processor Cores, 2+ GHz
« 8 GB RAM
« 100 GB Hard Drive space

Note also that:

« While Meridium, Inc. supports the use of RAID 5, which has benefits in its recov-
erability features, Meridium, Inc. recommends the use of RAID 0+1 for the best
overall database performance.

« Oracle requires instance tuning to use memory cache effectively. For Oracle Data-
base Servers, a comparable UNIX-based system can be used.

« We recommend you use a 100BASE-TX switched network between the Application
Server and Database Server.

Note: 100BASE-TX is not a requirement but is highly recommended. An entire
T00BASE-TX network would be an ideal situation.

Software Requirements

Meridium APM supports the use of an Oracle or SQL Server Database Server. Oracle is
required for Unicode characters (e.g., for Asian languages). If you plan to use Unicode
characters in Meridium APM, you will need to use an Oracle Database Server instead of
a SQL Server Database Server.
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Oracle Requirements

Meridium APM requires that you use Oracle Server 11.2 or 12.1 Enterprise Edition. The
Meridium Inc. testing environment uses 11.2.0.1, 11.2.0.4, 12.1.0.1, and 12.1.0.2.

Oracle patch 73780035 is also required for Oracle Server if you use 11.2.0.2 or 11.2.0.3.
This patch must be applied before the Meridium schema is created or upgraded. You
can obtain this patch from Oracle.
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SQL Server Requirements

Meridium APM requires that you use SQL Server 2008 R2 or SQL Server 2012. The

Meridium Inc. testing environment uses SQL Server 2008 R2 Standard Edition SP2 and
SP3and SQL Server 2012 Standard Edition SP3.
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Setting the Local DTC Property Settings

Note: The following settings apply to the Database Server machine if it is using SQL
Server. These settings represent the Meridium, Inc. testing environment

To set the Local DTC property settings to match the Meridium APM testing envir-
onment:

1. On the Windows Start menu, click Programs, point to Administrative Tools, and
then click Component Services.

The Component Services window appears

'i_{:' Component Services

%. File Action  View Window

Help | =Bl
&= | 2w E e s

[ Cu:unsu:ule Fook '-'-“—'] Actions

= S omponent Services -
H E Event ".I'IEWEI’ l{Lu:u:aI]l Computers

¢ Services (Local)

Mare &ctions

| |
2. In the tree to the left, expand the Component Services node down to the My Com-
puter node.
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[ Console Root
B Camponent Services
= | | Compukers
= i My Computer
| COM+ applications
| DiZoM Config
| Running Processes
| Distributed Transaction Coardinator
{4] Event Yiewer (Local)
. Services (Local)

3. Expand the Distributed Transaction Coordinator node

(L3 Console Roat
B Component Services
= | | Computers
[=] p8 My Computer
COM4+ Applications
D20 Zonfig

| Running Processes
= | | Distributed Transaction Coordinator
[ ccal DTC

@ Event Yiewer {Local)
- Services {Local)

4. Select the Local DTC node, and on the menu above the tree, click |- (Properties).

The Local DTC Properties window appears, displaying the Tracing tab by default.
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Local DTC Properties

Tracing | Lu:uggingl Securityl

— Output Optionz
[+ Trace Output

¥ Trace Tranzactions
[T Trace &ll Tranzactions
¥ Trace &barted Tranzactions

¥ Trace Long-Lived Transactions

— Logging Optionz
e Sezsian | Stop Sesszion Fluzh Drata

|25 b ax. Mum. OF Memary Buffers [zize PageSize]

Learn more about getting these properties,

k. I Cancel Apply

5. Click the Security tab.
The Security tab appears.
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Local DTC Properties

.Tracingl Logging  Security |

— Security Settingz

v Metwork DTC Access

— Client and Adrminiztration
[T Allow Remote Clients [ Allow Remate Adminiztation

— Tranzaction Manager Communication
v Allow Inbound v Allows Dutbound
' Mutual Authentication Flequired
% |ncoming Caller Authentication Fequired
" Mo Authentication Required

[” Enable ¥4 Transactions ¥ Enable SH& LU .2 Tranzactions
—DTC Logon Account

Account INT AUTHORITY M etvwark S ervice Browse. . |

Pazzword: I

Confirmn pazsswiord; I

Learn more about getting these properties,

k. I Cancel Apply

6. Specify the following settings on this tab (i.e., to match the preceding image):

« In the Security Settings section, select the Network DTC Access check box.

« In the Client and Administration section, clear the Allow Remote Clients
and Allow Remote Administration check boxes.

« In the Transaction Manager Communication section, select the Allow
Inbound and Allow Outbound check boxes.

« In the Transaction Manager Communication section, select the Incoming
Caller Authentication Required option.

7. Click OK.

A message appears, indicating that the MSDTC service will be stopped and restar-
ted.

8. Click the Yes button.
A message appears, indicating that the MSDTC service has been restarted.
9. Click OK.
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The Local DTC Properties window closes, and your settings are saved. At this
point, you can close the Component Services window.

Confidential and Proprietary Information of Meridium, Inc. » Page 86 of 459



SQL Server Report Server - Hardware and Software Requirements

SQL Server Report Server - Hardware and Software
Requirements

Hardware Requirements

The following hardware requirements outline the minimum hardware required for any
machine that will serve as the SQL Server Report Server machine. These requirements
account for the Meridium APM software only. Additional hardware may be required on a
SQL Server Report Server machine where other components are installed. These require-
ments may not be sufficient, depending upon how your system is configured.

« One Processor Core, 2+ GHz
« 2 GB RAM
« 10 GB Hard Drive space

If you are using a virtual machine (VM) to host your SQL Server Report Server, we recom-
mend that:

« You increase the physical server CPU and hard drive space requirements by 20%
to ensure that the application will perform equivalently in a virtualized envir-
onment.

« You double the physical server memory requirements.

« Each VM have its own dedicated processor cores and memory allocation to ensure
appropriate performance.

Meridium, Inc. supports Hyper-V and VMWare platforms.

These requirements may not be sufficient, depending upon how your system is con-
figured. Parameters that affect the hardware requirements include the number of users,
modules purchased, database size, and other factors that can vary from one customer
to another. For help refining your specific system requirements, consult a member of
the Meridium Inc. Global Support Services or Professional Services department.

Software Requirements

The following software components are required on any machine that will serve as the
SQL Server Report Server. This table is intended to be used as a reference of the beha-
vior of the Meridium APM Application Server and Add-ons installer as it relates to each
component.

Behavior of Meridium APM
Required? Server and Add-ons

Software Name Where You Can

and Version Obtain It
Installer

Microsoft .Net 3.5 . If itis not found, the
Microsoft Yes . )
SP1 installer will close.
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Behavior of Meridium APM
Required? Server and Add-ons

Software Name Where You Can

and Version Obtain It
Installer

If it is not found, the
ReportViewer 2008  Microsoft Yes installer will install it auto-
matically.

Microsoft or

Microsoft WSE 3.0 Meridium APM 3rd  Yes

Runtime

If it is not found, the
installer will close.

party folder
SQL Server Report-
ing Services 2008 R2
(Includes 2008 R2 o
SP2) Microsoft Ves If it is not found, the
installer will close.
-or-
SQL Server Report-
ing Services 2012
Microsoft Internet
MSXML 3.0 Explorer.
. This is installed Yes None
MSXML3 Exception automatically with
INF
Internet Explorer
6.0 and later.
Visual C++ 8.0 CRT
(x86) WinSXS MSM
Visual C++ 8.0 MFC
(x86) WinSXS MSM
Visual C++ 10.0 CRT
(x86) If this is not found, the
Meridium APM Yes installer will install it auto-
Visual C++ 9.0 CRT matically.

(x86) WinSXS MSM

Visual C++ 10.0 ATL
(x64)

Visual C++ 9.0 ATL
(x86) WinSXS MSM
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How the SQL Server Report Server Works with
Meridium APM

The SQL Server Report Server is the machine that stores SQL Server reports so that you
can view SQL Server Reporting Services (SSRS) reports in the Meridium APM Framework,
Meridium APM Web Framework (optional component), or a web browser.

The following image provides a visual representation of how components work
together.

Meridium APM Meridium APM
Framework Application Server
Workstations (Dedicated)

Database Server

Contains the Meridium APM
database

External Database
SQL Server
Report Server

(S5

Web Browser

The components shown in this image will work together as described in the following
list. Click an item name to expand and collapse the details.

e Meridium APM Framework Workstations

Let users create new reports that are based upon Meridium APM queries and data-
sets. When a report is created in Meridium APM, a connection will be made to the
Meridium APM Application Server to retrieve information from the current data
source and display the information to the Meridium APM Framework user. When
a user saves a new report to the Catalog, the report will be saved to the Meridium
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APM database and deployed to the SQL Server Report Server.

When a Meridium APM Framework user opens an existing report from the
Meridium APM Catalog, the Meridium APM system will check to see if a report
with the same name exists in the corresponding folder on the SQL Server Report
Server.

m If the report already exists on the Report Server, it will simply be displayed
to the user.

m [f the report does not already exist on the Report Server, it will be deployed
on the Report Server first and then displayed to the user.

When a user modifies an existing report and saves it to the Meridium APM sys-
tem, an updated version of the report will be deployed to the Report Server.

SQL Server Reporting Services reports can be viewed from any Meridium APM
Framework workstation via the SQL Server Report Viewer, which is installed auto-
matically via the Meridium APM Framework installer and integrated into the
Meridium APM Framework application. To create and modify reports from
Meridium APM Framework workstations, you must have the following software
installed on that machine:

o Microsoft Business Intelligence Development Studio (if you are using SQL
Server Reporting Services 2008 R2) or SQL Server Data Tools (SSDT) (if you
are using SQL Server Reporting Services 2012).

o The Meridium APM Adapter for SSRS Designer (so that SSRS can connect to
Meridium APM and retrieve data while reports are being developed).

In addition to viewing reports from the Meridium APM Framework application, all
reports that are stored on the Report Server can be accessed directly through a
web browser via the SQL Server Report Manager. Whether reports are viewed in
the Meridium APM Framework or the Report Manager, their appearance and con-
tent will be the same.

« Meridium APM Application Server

Serves as the host for communications between the SQL Server Report Server and
the Meridium APM database based upon requests initiated from the Meridium
APM Framework. When a user accesses a report that is based upon a Meridium
APM query or dataset and stored on the SQL Server Report Server, the Report
Server sends a request to the Meridium APM Application Server, which in turn con-
nects to the Meridium APM database and returns the requested information.

Note: In Meridium APM deployments that contain multiple dedicated Applic-
ation Servers, where a load balance handles connections to those servers, the
load balancer will handle report requests initiated from Meridium APM Frame-
work workstations.

o Meridium APM Database

Stores the Meridium APM copy of each SQL Server Reporting Services report that
has been saved to the Meridium APM Catalog. Additionally, the Meridium APM
database responds to requests made from the Application Server and returns data
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that is displayed in reports that are based upon Meridium APM queries and data-
sets.

o SQL Server Report Server

Contains the SQL Server Reporting Services software and stores the master copy
of each Meridium APM report. Meridium APM reports are deployed to the Report
Server when they are first saved to the Meridium APM Catalog. When a report is
modified, the copy on the Report Server is updated.

The Meridium APM Adapter for SSRS must be installed on the SQL Server Report
Server to allow the Report Server to communicate with the Meridium APM Applic-
ation Server. When a request is made to the Report Server to access a Meridium
APM report, the Report Server sends a request to the Meridium APM Application
Server, which in turn retrieves the requested data from the Meridium APM data-
base.

The SQL Server Report Server machine in the image shown above represents a
single instance of the SQL Server Reporting Services. Meridium APM supports the
use of one SQL Server Reporting Services instance per Meridium APM Application
Server. SQL Server supports installing more than one SQL Server Reporting Ser-
vices instance on the same machine. If your Meridium APM system includes more
than one Application Server (e.g., a test Application Server and a production Applic-
ation Server), you will need to create a separate SQL Server Reporting Services
instance for each Application Server.

Note that when you install SQL Server Reporting Services, two SQL Server data-
bases that store the reports for a given instance of SQL Server Reporting Services
are installed automatically. These databases are not represented in the image
shown above. For more information about the components a SQL Server Report-
ing Services implementation and details about the supported configuration scen-
arios, see the SQL Server documentation.

o External Database

Represents any external data source that is supported by SQL Server Reporting Ser-
vices for building reports. Reports that are built upon external data sources can be
imported into Meridium APM and saved to the Meridium APM Catalog. When a
user accesses an external report, either through the Meridium APM Framework
Application or via SQL Server Report Manager, a request is sent to the Report
Server, which in turn retrieves the data from the appropriate data source and dis-
plays the results to the user. Any report that can be built upon an external data
source via the Business Intelligence Development Studio and viewed in Report
Manager can be imported into Meridium APM, saved to the Meridium APM Cata-
log, and viewed by Meridium APM users.
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About the SQL Server Report Manager

The SQL Server Report Manager is a tool that is provided with SQL Server Reporting Ser-
vices that lets you manage the reports that exist on the SQL Server Report Server. You
will need to use the Report Manager to perform tasks to configure the Report Server for
use with your Meridium APM system.

After SQL Server Reporting Services has been installed and properly configured via the
Reporting Services Configuration Manager, the Report Manager will be accessible from
any web browser, either on the Report Server itself or remotely via the following URL:

http:\\<Report Server Name>\<Report Manager Virtual Directory>
...where:

« <Report Server Name> is the name of the Report Server.

« <Report Manager Virtual Directory> is the name of the virtual directory that you
created for Report Manager. The Report Manager Virtual Directory can be defined
for each instance of Reporting Services via the Reporting Services Configuration
Manager.

Note: For more information on determining how to access Report Manager, see the

SQL Server Setup Help, which is accessible via the Reporting Services Configuration
Manager.

All Meridium APM reports that exist on the SQL Server Report Server can be accessed
through Report Manager. Reports are organized on the Report Server using a folder
structure that corresponds to the Meridium APM Catalog folder structure. Meridium
APM users must be granted permissions to these folders in order to access SSRS reports
through Meridium APM.

When you attempt to open a report in Report Manager, you will be prompted to provide
a user ID and password. You will need to supply a Meridium APM user ID and password
with the appropriate security privileges. The results that are displayed in the Report Man-
ager should look the same as the results that are displayed when a user opens the
report in the Meridium APM Framework application or through the Meridium APM Web
Framework.

The SQL Server Report Manager should be used only to view Meridium APM reports.
Meridium APM reports should not be created or modified directly through the Report
Manager. When a user modifies an existing report in Meridium APM and re-saves it to
the Meridium APM Catalog, the report will be redeployed automatically to the Report
Server. Any modifications that have been made on the Report Server via the Report Man-
ager will be overwritten when the report is redeployed from the Meridium APM Frame-
work Application.

Additional details about the Report Manager can be found in the Help system that is
accessible from the Report Manager tool.
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About Communication Methods

Meridium APM provides two communication methods for allowing Meridium APM cli-
ents to communicate with the Meridium APM Application Server:

« Remoting: A communication infrastructure that uses the HTTP protocol over the
lIS port (usually port 80) to connect client workstations to the Application Server. A
Remoting connection is required whenever the client resides on a computer that
is physically separate from the Meridium APM Application Server to which it needs
to connect. All Meridium APM Framework workstations will connect to dedicated
Meridium APM Application Servers via a Remoting connection.

« Local: A method that allows clients to access files directly on the Meridium APM
Application Server without having to transfer data across a network. A Local con-
nection should be used whenever a client resides on the same machine as the
Meridium APM Application Server to which it needs to connect. Meridium APM cli-
ents should connect to supporting Meridium APM Application Servers via a Local
connection.

The Meridium APM Framework and Administrative Applications will be installed on
every dedicated Meridium APM Application Server. This local installation will exist for
reasons such as running the database upgrade and debugging business rules via the
Configuration Manager. While most Meridium APM Framework workstations will con-
nect to dedicated Application Servers remotely, local installations should connect to the
Application Server via a Local connection. Note that business rules debugging can be
performed onlyvia a Configuration Manager application that is running on the Applic-
ation Server using a Local connection. To use a Local connection, you must be a mem-
ber of the local Administrators group on the Meridium APM Application Server machine.

Note: Remoting connections for local installations are supported and will work prop-
erly. Local connections, however, provide better performance for components that
reside on the same machine as the Application Server and are recommended for this
reason.
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About the Meridium APM Server and Add-Ons
Installers

The Meridium APM Server and Add-ons installers let you install and upgrade the
Meridium APM Server software and Add-on software components on the Meridium APM
Application Server machine and other machines as appropriate for the Add-on com-
ponents. Meridium APM components are installed in English, by default. For details on
installing non-English translations for Meridium APM, click here. For details on the sys-
tem architecture for the basic Meridium APM system, click here. For a directory of other
Meridium APM components and their respective system architecture specifications, click_
here.

Your Meridium APM distribution package includes two Meridium APM Server and Add-
ons installers. Click an option in the following list to expand and collapse details about
that installer:

« 64-bit

You can use the Meridium APM Server and Add-Ons installer to install and
upgrade the following Meridium APM components:

» Meridium APM Application Server: Meridium, Inc. supports only 64-bit
Application Server machines, and the Meridium APM Server and Add Ons
software can be installed only on a 64-bit machine. If a previous version of
Meridium APM was installed on a 32-bit Application Server machine, you will
need to use a 64-bit machine and perform a first-time install on that
machine. When you install the Meridium APM Application Server software,
the following client components are also installed automatically:

o APM Framework

o

Database Upgrade Manager

o

Data Source Manager

o

Schedule Manager
URL Manager

» Configuration Manager: This is an optional component that you can install
on an Application Server machine if the required prerequisites are also
installed on that machine. The Configuration Manager application lets you
define how you want data to be stored in Meridium APM. For example, you
can define field properties and create entity families. To install the Con-
figuration Manager application, you must have Microsoft Visual Studio for
Applications (VSTA) installed.

m Meridium APM Adapter for SSRS Designer: This is an optional client com-
ponent that you can install to integrate Meridium APM with SQL Server Busi-
ness Intelligence Development studio. The Meridium Adapter for SSRS
Designer is used when building reports that are based upon a Meridium
APM data source. If the Meridium APM Adapter for SSRS Designer is not
installed on the Meridium APM Framework machine and you build a report

o
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using SQL Server Business Intelligence Development Studio, you will not be
able to preview the report output.

» Meridium Adapter for SSRS: The files needed to integrate Meridium APM
with a SQL Server Report Server.

m Meridium APM Sync Services with Operator Rounds: Installs the Meridium
APM Sync Services software and the files that are needed to deploy the
Meridium APM Mobile Framework and Operator Rounds. Documentation on

installing, upgrading, and configuring the Meridium APM Sync Services soft-
ware is located in the Operator Rounds documentation.

= Meridium APM Policy Execution Service: Installs the files that are needed
for deploying the Meridium APM Policy Execution Service for the Policy Man-
ager component of Meridium APM. Documentation on installing, upgrading,

and configuring the Meridium APM Policy Execution Service is located in the
Policy Manager documentation.

= Meridium APM Process Data Integration Service: Installs the files that are
needed for deploying the Meridium APM Process Data Integration Service
for the Policy Data Integration (PDI) component of Meridium APM. Docu-
mentation on installing, upgrading, and configuring the Meridium APM
Policy Data Integration Service is located in the PDI documentation.

= Meridium APM Web Framework: Installs the web based application for
working with Meridium APM data. Documentation on installing, upgrading
and configuring the Meridium APM Web Framework is located in the
Meridium APM Web Framework documentation.

» Meridium APM Web Services: Installs the files that are needed for deploy-
ing the Meridium APM Web Services that support various Meridium APM
components. Details on installing, upgrading, and configuring Meridium
APM Web Services is available in the documentation for the module or fea-
ture Meridium APM Web Services supports.

When you install any of these components, the following applications will be
installed automatically:

m APM System Administration tool, which provides an interface to con-
figuration files that you need to modify to support the corresponding com-
ponent.

m Database Comparison tool, which lets you view the differences that exist
between two databases.

Beginning in V3.5.0, Crystal reports are not supported. As a result, when you
upgrade to the current version from V3.4.5 or earlier, the installer will also auto-
matically uninstall the Crystal 10 for Meridium software.

o 32-bit
Note: Throughout this documentation, we refer to the 32-bit installer as the 32-

bit version. When we use the term Meridium APM Application Server and Add-
ons installer, we are referring to the 64-bit installer.
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The following features can be installed using the 32-bit installer:

m Meridium APM Plug-In for DataStage Client: Installs the client components
that are needed for integrating Meridium APM with Datastage. Instructions
for installing this component are not available in this documentation.

= Meridium APM Plug-In for DataStage Server: Installs the server components
that are needed for integrating Meridium APM with DataStage. Instructions
for installing this component are not available in this documentation.

To upgrade components on a 32-bit machine, you must first uninstall the previous

version of that component and then perform a new installation of it.

When you run either of these installers, if the machine is missing any required pre-
requisites, a screen will appear, displaying the list of missing components (similar to the
following image) and prompting you to install them. If you see this screen, you should
install each of the components in the list. Note that for some components, a third-party
installer may appear.

Meridium APM Server and Add-ons - InstallShield Wizard

a7 Meridium APM Server and Add-ons requires the Following items to be installed on waour
computer. Click Install to begin installing these requirements,

Skatus | Fequirerment

Pending Microsaft Wisual C++ 2003 5P 1 Redistributable Package (x64)
Pending RepaortYiewer2003

Pending Microsoft Visual C++ 2005 SP1 Redistributable Package (x64)
Pending Microsoft Visual C++ 2010 Redistributable Package (x64)
Pending Microsoft \MET Framework, 4.0 Full

Zancel |
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About the Meridium APM Framework Installer

The Meridium APM Framework installer will take you step-by-step through the process
of installing the Meridium APM Framework application on workstations in your organ-
ization where you want to provide access to Meridium APM modules. You can also use
the Meridium APM Framework installer to install any of the administrative applications.
The following list contains the administrative applications that you can install using the
Meridium APM Framework installer. To view a description of an application, click the
hyperlinked application name.

» Configuration Manager

Lets you define how you want data to be stored in Meridium APM. Using the Con-
figuration Manager, you can define field properties, create entity families, set up
relationships between families, create views, create business rules, design data-
sheets, copy objects from one database to another, view the data dictionary, and
generate the tables that store data.

» Data Source Manager

Lets you define the data sources that will be accessible in the Meridium APM
applications. Using the Data Source Manager, you can define connection inform-
ation for data sources and define a default data source for the Meridium APM
applications.

o Schedule Manager

Lets you view and manage the scheduled items that exist in Meridium APM.
« URL Manager

Lets you view and manage registered URLs and Associated Pages.
» Meridium Adapter for SSRS Designer

Used when building reports that are based upon a Meridium APM data source. If
the Meridium APM Adapter for SSRS Designer is not installed on the Meridium
APM Framework machine and you build a report using SQL Server Business Intel-
ligence Development Studio, you will not be able to preview the report output.

» VSTA for Strategy
Provides access to Strategy rules.

This installer will run on both 32-bit and 64-bit APM Framework machines. Before you
run the Meridium APM Framework installer, you should ensure that the machine meets
the hardware and software requirements. The APM Framework installer cannot be run,
however, on a machine where the Meridium APM Application Server and Add-ons soft-
ware is installed. If you try to run the Meridium APM Framework installer on the Applic-
ation Server machine, a message will appear, indicating that you cannot run the installer
in this case, and the installer will close. To install the Meridium APM Framework or
administrative applications on the Meridium APM Application Server machine (e.g., Con-
figuration Manager), you can use the Meridium APM Server and Add Ons installer.
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You can use the Meridium APM Framework installer to install Meridium APM applic-
ations on each APM Framework machine, or you can use the Meridium APM Framework
installer to record an APM Framework installation and then use then perform that recor-
ded installation on each APM Framework machine without the user of that machine
interacting with an installer. This is referred to as a silent installation.

The Meridium APM Framework installer provides two options for the applications that
you can install on an APM Framework machine:

« Install only the Meridium APM Framework application and no administrative
applications.
« Select which applications will be installed, including administrative applications.

The steps in the installer are different for each option. As a result, a separate set of
instructions are provided for each. To get started, in the preceding list, click the hyper-
linked option that corresponds to the installation that you want to perform.
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Installing the Application Server Software

The following instructions provide details on installing the Meridium APM Application
Server and Add-ons software on the Meridium APM Application Server machine. The
Application Server machine is part of the basic Meridium APM system architecture.

These instructions assume that:

« Your system meets the hardware and software requirements for the Application
Server machine.

Note: If your system does meet certain software requirements, a message may
be displayed during the installation process that indicates the software require-
ment that is missing. Some software requirements, however, will be installed
automatically if they are missing. For more information, see the hardware and
software requirements for the basic Meridium APM system architecture.

« You are an Administrator with full access to the Application Server machine.

« You have read and understand how to combine steps in the Application Server
installation process if you are installing other Meridium APM components on the

Application Server machine.

Note:IIS will be reset automatically by the installer before the installation process
begins.

To install the Application Server and Add-ons software on an Application Server
machine:

1. On the APM Application Server machine, insert the Meridium APM DVD, and nav-
igate to the folder \\General Release\Meridium APM Framework and Server
Setup\Setup\Meridium APM Server and Add-ons.

2. Double-click the file Setup.exe.

A message appears, asking if you want to allow the installer to make changes to
your machine.

3. Click the Yes button.

The Meridium APM Server and Add-ons installer appears, displaying the Pre-
paring Setup screen, which contains a progress bar.
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Meridium APM Server and Add-ons - InstallShield Wizard
Preparing Setup

Pleaze wait while the InztallShield \Wizard prepares the zetup.

Meridiurn APM Server and Add-onz Setup iz preparning the [nstallShield Wizard, which will quide
youl through the rest of the setup process. Pleaze wait.

]

[mztalls hield

Cancel

After the progress bar reaches the end, the Welcome screen appears.

Meridium APM Server and Add-ons - InstallShield Wizard E2 |

Welcome to the InstallSheld Wizard for
Merndium APM Server and Add-onz

The Install5 hield ‘Wizard will install Meridium APM Sereer
and Add-ong on your computer. To continue, click Mest.

< Back | M et > I Cancel

4. Click the Next button.
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The License Agreement screen appears.

Meridium APM Server and Add-ons - InstallShield Wizard | x| |

License Agreement w-‘h
Pleaze read the following license agreement carefully. I L.
EMD-USER LICEMSE AGREEMENT FOR MERIDIUKM SOFTWARE -

IMPORTAMT - READ CAREFULLY

Thiz program contains matenal that iz proprietarny and confidential o Meridium, [hc, and iz
protected by copynght law and international reaties. e of thiz program iz limited and
reztricted by the terms of a licenze agreement with Mendium, Inc. This program may not be
copied or distributed except az zpecifically permitted in the license agreement. Any
unautharized use, repraduction ar distribution of this pragram can result in severe civil ar
criminal penaltiez and will be progecuted to the maximum extent pozzible. 'ou may not

alter, remove ar destroy any copynght notice or confidential, proprigtany, secret or other

zimilar legends placed on or with Menidiunm products. j

" | accept the terms of the license agreement Frint |

€+ | do not aceept the terms of the license agreement

|mztallShield

< Back | =T I Cancel |

5. Read the entire license agreement, and then select one of the following options:

« | accept the terms of the license agreement, if you agree to the terms of the
license agreement and want to continue. These instructions assume that you
want to continue.

. | do not accept the terms of the license agreement. This option is selected
by default. If you do not agree to the terms of the license agreement and do
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not want to continue, click the Cancel button to exit the installer.

Meridium APM Server and Add-ons - InstallShield Wizard | x| |

License Agreement ‘@m
Pleaze read the following license agreement carefully. l -
EMD-USER LICEMSE AGREEMENT FOR MERIDIUKM SOFTWARE -

IMPORTANT - READ CAREFLULLY

Thiz pragram containg matenial that iz proprietan and confidential o Meridium, [me and iz
pratected by coperight law and interational reaties. Usze of thiz program ig limited and
resticted by the terms of a licenze agreement with Mendium, Inc. Thiz program may not be
copied or diztributed except az specifically permitted in the licenze agreement. Any
unauthorized use, reproduction or distribution of this program can result in severe civil or
criminal penalties and will be prosecuted to the maximum extent pozsible. vou may not

alter, remove of destroy any copyright notice or confidential, proprietary, secret or other

gimilar legends placed on or with Merndium products, ll

% | accept the termsz of the icenze agreement Prirt |

™ | do not accept the terms of the license agreement

[Fetalls hield

< Back | Mest = I Cancel |

Hint; If vou want to print the license agreement, click the Print button.
The Next button becomes enabled.
6. Click the Next button.

The Select Installation Location screen appears, prompting you to select the loc-
ation where the Meridium APM Server and Add-ons will be installed. By default,
the Meridium APM Server and Add-ons software will be saved to the following
folder: C\Program Files\Meridium.
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Meridium APM Server and Add-ons - InstallShield Wizard | x| |

N

Select Installation Location -,

' 'W-'?‘r.lll.
G |nztall Mendium AP Server and Add-ons to;
C:4%Program FilesM endium Change... |

[Fetalls hield

< Back | Mest = I Cancel

7. If you are satisfied with the default location where the software will be installed,
click the Next button.

-0r-

If you want to change the location where the software will be installed, click the
Change button, and navigate to the location where you want to install the
Meridium APM Server and Add-ons software. The folder path that you select will
be displayed in place of the default folder path. When you are satisfied with the
installation location, click the Next button.

The Select the features you want to install screen appears, and the Meridium
APM Application Server node is highlighted automatically in the tree.
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Meridium APM Server and Add-ons - InstallShield Wizard

Select the features you want to install i,

=EM i eridium AP Application Server -~ Description
[ Configuration banager Installs the APM Application
[ Meridium APM Adapter for S5RS Designe Eg;:;;ﬁ::t ;h;ﬂpﬁmcgfgﬁnewmk

-] Mer?d?um APM Adapter fu:ur SSHS Datahase Uﬁgrade ¥ EreEEn, :

=] Meidium &Pk Syne Services with Dperator Diata Source anager,
~[_1Default Language (English) Schedule Manager, URL
-] Chinese(Simplified) tanager. Optionally installs
~[Dutch Configuration hanager. if

pre-reguizites are installed.

-] French i

1| | 3

20.93 MB of zpace required on the C drive
1641916 MEB of space available on the C drive
| mztallS hield

< Back | Mext » I Cancel

rIMPORTANT: The Select the features you want to install screen lets you specify
which features you want to install on the Application Server machine.
Theseinstructions assume that you want to deploy only Meridium APM Applic-
ation Server software. When the Meridium APM Application Server software is
installed, the Meridium APM System Administration Tool and the following APM
Framework applications are also installed automatically: APM Framework, Data-
base Upgrade Manager, Data Source Manager, Schedule Manager, and URL Man-
ager. Corresponding options for these applications are not listed in the tree
because these components must be installed with the Meridium APM Applic-
ation Server software. You can optionally install the Configuration Manager and
the APM Framework adapter, Meridium APM Adapter for SSRS Designer.

8. Inthe tree, select the Meridium APM Application Server check box.

The subnodes are selected automatically.

=B M enidium APM Application Server

-] Merndium APM Adapter for 55R5
=[] Meridium AP Sync Services with Operatar B

----- [ Default Language [English)

[ Chinese(Simplified)

-] French hd
“| | »
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0.

10.

11.

If you want to install the Meridium APM Configuration Manager application on the
APM Application Server machine, accept the default selection.

-0r-

If you do not want to install the Meridium APM Configuration Manager application
on the APM Application Server machine, clear the Configuration Manager check
box. Keep in mind that you can run this installer again and install the Con-
figuration Manager at a later time.

Note: The Configuration Manager application can be installed on the APM
Application Server machine only if the necessary prerequisites are installed on
that machine.

If you want to install the Meridium APM Adapter for SSRS Designer on the APM
Application Server machine (used by the Meridium APM Framework application
for reports), accept the default selection.

-Or_

If you do not want to install the Meridium APM Adapter for SSRS Designer on the
APM Application Server machine, clear the Meridium APM Adapter for SSRS
Designer check box. Keep in mind that you can run this installer again and install
the Meridium APM Adapter for SSRS Designer at a later time.

rIMPORTANT: While additional options are available for selection in the tree on
the Select the features you want to install screen, these options are not meant
to be installed on the APM Application Server machine within the basic
Meridium APM system architecture, and these instructions are limited to
installing the Meridium APM Application Server and Add-ons software (with APM
Framework applications). This installer is also used to install the additional com-
ponents on other machines.

Click the Next button.

A message appears, indicating that the installer is checking your machine for the
required prerequisites for the features that you want to install.

If one or more prerequisites are missing on the machine, the Meridium Installer
screen will appear and display a message that indicates which prerequisites still
need to be installed on the machine before you can install the feature that is
dependent on that prerequisite. This message also indicates what you can do to
continue.

If you see this screen, you should read the message in detail, and either click
the Back button to clear the selection whose prerequisites are missing, and
then continue through the installation without installing that component, or
close the installer, install the missing prerequisite, and then run the installer
again later.

« If all the prerequisites for the selected components are installed on the machine,
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12.

13.

14.

or you have selected components that do not require any prerequisites, the Select
ZIP File Location screen appears.

Meridium APM Seryver and Add-ons - Installshield Wizard

Select ZIP File Location y N

Select the folder where the Z1P file will be installed.

Thiz ZIP file will be uzed by the D atabase Comparizan Utilite, Select the folder where thiz file
il be inztalled. The content of the file will be extracted automatically by the Databaze
Comparizon Utility to the zame location in which it was installed. The zize of the extracted file
content will vam depending upon your curment databaze verzion and can be between 300MME
and 3GE.

C:\MendiumtDblpg Browse... |

IratallShield

|' D eshination Falder

< Back I M et > I Cancel |

The Select ZIP File Location screen lets you specify the location where you want
the ZIP file of database content to be installed. This ZIP file is used by the Data-
base Comparison Utility. By default, the ZIP file will be installed in the folder
C:\Meridium\DbUpg. You can, however, select a different location.

Read the information on this screen and note the estimated size of the extracted
files from this ZIP file. You should use this information to determine where you
want install the ZIP file.

If you want the ZIP file to be installed in the default location, accept the default set-
ting.

_Or.

If you want the ZIP file to be installed in a different location, click the Browse but-
ton, and navigate to the location where you want the ZIP file to be installed. The
selected file path will appear in the Destination Folder section in place of the
default file path.

Click the Next button.

The Websites screen appears.
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Meridium APM Server and Add-ons - InstallShield Wizard | x| |

Wwebsites Wm

. i,

Setup muzt create a wirtual directory for Mendium, Select a website from the following list far
kderidium's virtual directon.

Lizt af websites an thiz machine.

Default 'weh Site |

[rztalls hield

< Back MHest = | Cancel I

The Websites screen lets you specify where the installer will create a virtual dir-
ectory for Meridium APM. This website is configured in the IIS Manager on the
APM Application Server machine. The websites list contains all the websites that
are configured on the APM Application Server machine. The default website is
Default Web Site. Throughout this documentation, we assume that you have

chosen to install Meridium APM under the Default Web Site.

15. In the list of websites, select the website where you want the installer to create a

virtual directory.
16. Click the Next button.

The Complete the Installation screen appears.
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17.

Meridium APM Server and Add-ons - InstallShield Wizard

Complete the Inztallation V@*m

Click the Install buttan to continue.

[f wou want ko review or change any of your installation settings, click the Back button,  Click
the Cancel button bo exit the wizard.

[FiztallS hield

< Back | [nztall I Cancel

The Complete the Installation screen contains a message, indicating that if you
want to modify any of the settings that you specified in the preceding screens in
the installer, you can use the Back button to do so, or if you do not want to com-
plete the installation, you can click Cancel.

These instructions assume that you are ready to complete the installation process.
Click the Install button.

The Setup Status screen appears, which displays a progress bar that shows the
progress of the Meridium APM Server and Add-ons installation process.
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Meridium APM Server and Add-ons - InstallShield Wizard
Setup Status

The InstallShield \Wizard iz instaling Meridium APM Server and Add-ons

[nztalling

C:hProgram Filezhk eridiumbS 15k anagement. chm

I

[rztallS hield

Cancel

After the progress bar reaches the end, a message appears, indicating that your

server is being configured. After your server is configured, the Installation is Com-
plete screen appears.

Meridium APM Seryver and Add-ons - InstallShield Wizard |

Installation iz Complete

Meridiur APM Server and Add-ons have been installed
succezsfully. Click the Finigh button to close this window.,

¥ Launch &P System Administration now.

< Back | Finizh I LCancel
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18.

19.

This screen contains a message, indicating that Meridium APM Server and Add-
ons has been installed successfully. You can also select to optionally launch the
APM System Administration tool when the installer window closes. By default, this
option is set to Yes.

If you want the APM System Administration tool to be launched as soon as you
click the Finish button, accept the default selection and move on to the next step.

-0r-

If you do not want the APM System Administration tool to be launched at this
time, clear the Launch APM System Administration now check box.

Click the Finish button.

The Meridium APM Server and Add-ons installer closes. Additionally, if the
Launch APM System Administration now check box was selected, the APM Sys-
tem Administration window appears. At this point, you should refer back to the
checklist.
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Installing Additional Application Server Com-
ponents After the Initial Installation

If you need to install a Meridium APM component on a machine after the initial install-
ation is complete, you can run the installer in modify mode, which will allow you to
make changes to the current installation on that machine. For example, if you were
missing a prerequisite for the Configuration Manager application the first time that you
ran the installer and, rather than cancelling the installation, you finished the installation
without installing the Configuration Manager application, you can install the Con-
figuration Manager application through the modify mode of the Meridium Application
Server and Add-Ons installer. Keep in mind, however, that the same prerequisites are
still required when you run the installer in modify mode.

The following instructions provide details on running the Meridium APM Application
Server and Add-Ons installer in modify mode on the Meridium APM Application Server
machine.

Note: IIS will be reset automatically by the installer before the installation process
begins.
To install Application Server components in modify mode:

1. On the Application Server machine where you want to install additional com-
ponents through the modify mode of the installer, access the Programs and
Features window from the Control Panel.

2. Inthe grid, select the Meridium APM Server and Add-on item, and then click the
Change button.

The Meridium APM Server and Add-ons installer appears, displaying the Pre-
paring Setup screen, which contains a progress bar.
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Meridium APM Server and Add-ons - InstallShield Wizard

Preparing Setup ‘

Pleaze wait while the InztallShield \Wizard prepares the zetup.

Meridiurn APM Server and Add-onz Setup iz preparning the [nstallShield Wizard, which will quide
youl through the rest of the setup process. Pleaze wait.

]

[mztalls hield

Cancel

After the progress bar reaches the end, the Welcome screen appears.

Meridium APM Server and Add-ons - InstallShield Wizard

Welcome ﬂ

kodify, repair, or remove the program. \h

Ywelcome to the Merndium AP Server and Add-onzs Setup Maintenance program. This program
lets pou modify the curnrent ingtallation. Click one of the optionz below.

* Modify

Select new program features to add or zelect curently installed features o
IEmMave.

= Repair
ﬁ Feinztall all program features installed by the previous setup.

" Bemove

@ Remove all inztalled features.

| metallSheld

< Back | M et > I Cancel

The Welcome screen contains the following options:
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« Modify: Runs the installer in modify mode, which allows you to install additional
components on the machine or uninstall specific components. This option is selec-
ted by default. These instructions assume that you want to run the installer in
modify mode.

« Repair: Runs the installer in repair mode, which allows you to update the com-
ponents that are installed on the machine.

« Remove: Uninstalls all the Meridium APM components that are installed on the
machine.

2. Accept the default selection, Modify, and then click the Next button.

The Select the features you want to install screen appears, and the Meridium
APM Application Server node is highlighted automatically in the tree.

Meridium APM Server and Add-ons - InstallShield Wizard | x| |

g

Select the features you want to install ™",

B 1 eridium APM Application Server -~ Description
--[_] Configuration Manager |nztallz the AP .-‘-‘-.ppliu:atiu:un
~[IMeridium APM Adapter for SSRS Desigre ES;:;;::& ;h;spemcgfgﬁnewmk
- Mer!d!um &PM Adapter fu:ur SSHS Database Upgrade Marager,
= keridium 4Pk Sync Services with Dperator R Data Source Manager,
-] Default Language [English) Schedule Manager, URL
[ Chinese(Simplified) Manager. Dptionally installs
[ IDutch Configuration b anager, if

pre-requizites are inztalled.
—[_|French bl
1| | 3

1.08 GB of zpace required on the C dive
16.03 GB af space available on the C drive
[retallShield

< Back | et > I Cancel

The components that are currently installed on the machine are selected in the
tree. If you want to remove one or more of these components, you can clear the
check box. These instructions, however, assume that you want install additional
components.

3. Select the check box that corresponds to the additional component(s) that you
want to install.

4. Click the Next button.

A message appears, indicating that the installer is checking your machine for the
required prerequisites for the features that you want to install.
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« If one or more prerequisites are missing on the machine, the Meridium Installer
screen will appear and display a message that indicates which prerequisites still
need to be installed on the machine before you can install the feature that is
dependent on that prerequisite. This message also indicates what you can do to
continue.

If you see this screen, you should read the message in detail, and either click
the Back button to clear the selection whose prerequisites are missing, and
then continue through the installation without installing that component, or
close the installer, install the missing prerequisite, and then run the installer
again later.

« If all the prerequisites for the selected components are installed on the machine,
or you have selected components that do not require any prerequisites, the Web-
sites screen appears.

Meridium APM Seryver and Add-ons - InstallShield Wizard | x| |

Wwehsites wh

Setup muzt create a wirtual director for Meridium, Select a website from the following lizt for
deridium's virtual directon.

Lizt of websites an thiz machine.

Default 'weh Site |

[rztallShield

< Back MHext » | Cancel I

The Websites screen lets you specify where the installer will create a virtual dir-
ectory for Meridium APM. This website is configured in the IIS Manager on the
APM Application Server machine. The websites list contains all the websites that
are configured on the APM Application Server machine. The default website is
Default Web Site. Throughout this documentation, we assume that you have
chosen to install Meridium APM under theDefault Web Site.

5. In the list of websites, select the website where you want the installer to create a
virtual directory.

6. Click the Next button.
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The Setup Status screen appears, which displays a progress bar that shows the
progress of the Meridium APM Server and Add-ons installation process.

Meridium APM Server and Add-ons - InstallShield Wizard

Setup Status ‘w

The InzstallShield \Wizard iz inztaling Meridium AP Serser and Add-ons

Inztalling

C:AProgram Filezhk eridium® 5158 anagement. chm

I

|mztallShield

Cancel

After the progress bar reaches the end, a message appears, indicating that your
server is being configured. After your server is configured, the Installation is Com-
plete screen appears.
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Meridium APM Server and Add-ons - InstallShield Wizard |

Installation iz Complete

terdium AP Server and Add-ons have been installed
successfully. Click the Finizh button to close this window.

W Launch AP Systern Administration now.

< Back | Finizh I LCancel

This screen contains a message, indicating that Meridium APM Server and Add-
ons has been installed successfully. You can also select to optionally launch the
APM System Administration tool when the installer window closes. By default, this
option is set to Yes.

7. If you want the APM System Administration tool to be launched as soon as you
click the Finish button, accept the default selection and move on to the next step.

-0r-

If you do not want the APM System Administration tool to be launched at this
time, clear the Launch APM System Administration now check box.

8. Click the Finish button.

The Meridium APM Server and Add-ons installer closes. Additionally, if the
Launch APM System Administration now check box was selected, the APM Sys-
tem Administration window appears.
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Installing Only the Meridium APM Framework
Application

The following instructions provide details on installing the Meridium APM Framework
application on a 32-bit or 64-bit APM Framework machine.

These instructions assume:

That the APM Framework machine meets the hardware and software require-
ments.

The Application Server machine is already set up.

The user on this APM Framework machine does not need to be able to design
reports (i.e., you are not installing the Adapter for SSRS Designer).

The user on this APM Framework machine does not need to use Administrative
Applications (e.g., Configuration Manager).

To install only the Meridium APM Framework application on an APM Framework
machine:

1.

On the Meridium APM Framework machine on which you want to install the APM
Framework application, insert the Meridium APM distribution DVD, and navigate
to the folder General Release\Meridium APM Framework and Server
Setup\Setup\Meridium APM Framework.

Double-click the file setup.exe.

A message appears, asking if you want to allow the installer to make changes to
your machine.

Click the Yes button.

The Meridium APM Framework installer appears, displaying the Prepare Setup
screen, which contains a progress bar.
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-

Meridiurm APM Framework - InstallShield Wiizard | B (S|
Preparing Setup '

Fleaze wait while the [nstallShield \Wizard prepares the setup.

M eridium AP Framework Setup is preparing the InstallShield *wizard, which will guide you
thraugh the rest af the setup process. Please wait,

[nztallS hield

Cancel

After the progress bar reaches the end, the Welcome screen appears.

Meridiurm APM Frarmewark - InstallShield Wizard

Welcome to the InstallShield Wizard for
Mendium APM Framework

The APK Framewark. application will be installed an this
machine. To continue, click the Mexst buttan.

< Back [ Mewut » _][ Cancel
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4. Click the Next button.

The License Agreement screen appears.

hderidiurm APk Framewaork - InstallZhield Wizard

Licenze Agreement S

&

Fleaze read the following icense agreement carefully.

EMND-TUSEE LICENSE AGEEEMENT FOE MERIDITM
SOFTWARE

MPORTANT - BEEAD CAREFULLY

This program contams matenal that 15 proprietary and confidential to
Ilendum, Inc. and 15 protected by copynght law and mternational

3 Sy Byt [y T S e B I S RN T S
| accept the terms of the icense agreement | Frint

@ | do not accept the termz of the licenze agreement

m

treaties. se of this program iz limited and restricted by the terms of a _

| < Back | M et > | Cancel

5. Read the entire license agreement, and then select one of the following options:

. | accept the terms of the license agreement, if you agree to the terms of the
license agreement and want to continue. These instructions assume that you

want to continue.

« | do not accept the terms of the license agreement. This option is selected
by default. If you do not agree to the terms of the license agreement and do

not want to continue, click the Cancel button to exit the installer.

The Next button becomes enabled.
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Meridium APM Framewark - InstallShield Wizard =
Licenze Agreement - -
Fleaze read the following license agreement carefully. I -
EMD-TUZEE. LICEMNSE AGEEEMENT FOFE MEEIDIUI o

SOFTWARE

m

APOETANT - EEATD CAREFULLY

This program contains matenal that 15 proprietary and confidential to
Ieridum, Inc. and 1z protected by copyright law and mternational
treaties. se of this program 1s hmited and restricted by the terms of a _

3 ORI S S A Y, EPSPYUDS: DSUPIPR IPPSPULE . P, [P T M

@) | accept the terms of the licenze agreement | Frint |

| do niot accept the termg of the license agreement

| < Back |[ Mext > ]| Cancel |

CEHint: If you want to print the license agreement, click the Print button.

6. Click the Next button.

The Setup Type screen appears, asking which setup you want to use: Custom or
Typical.
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hderidiurm APk Framewaork - InstallZhield Wizard
Setup Type

Select the setup tupe that best zuitz your needs.

Click the type of setup you prefer.

Costam Drescription
Installs the English versian of
AP Framework without
adminigtrative applications or
ather languages
|riztallS hield

[ < Back ][ Mext > ][ Cancel ]

CEHint: Select the options in the left pane to view a description of that option in
the Description section to the right.

7. Accept the default selection, Typical, and click the Next button.
The Application Server Name screen appears.
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Meridium APM Framewark - InstallShield Wizard =
Application Server Mame -

Fleaze enter the name of pour 4PM Application Server.

Server

| < Back |[ et = ]| Cancel |

8. In the Server text box, type the name of the machine that serves as the dedicated
Meridium APM Application Server.

9. Click the Next button.

The Setup Type screen appears, asking if you want to create shortcuts on your
desktop.
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Meridium APM Framewark - InstallShield Wizard =
-5
Setup Type i
Select the setup tupe that best zuitz your needs. | -

Do pou want to create Deskiop Shortouts?

@ Yex

Mo

| < Back |[ et = ]| Cancel |

By default, a shortcut will be created on the desktop of the APM Framework
machine. You can, however, choose not to create the shortcut.

10. If you want a shortcut to be created on the desktop when the application is
installed, accept the default selection, Yes, and click the Next button.

-0r-

If you do not want to a shortcut to be created on the desktop when the application
is installed, select the No option, and click the Next button.

The Complete the Installation screen appears.
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Meridium APM Framework - InstallShield Wizard =
Complete the Inztallation .

Click the Inztall button to continue,

[F oL want ta review or change any of your installation zettings, click the Back button. Click
the Cancel button to exit the wizard.

| < Back |[ Irigtall ]| Cancel |

This screen contains a message indicating that you can change your settings on
any of the previous screens by clicking the Back button, or you can close the
installer by clicking the Cancel button. If you cancel the installation, however, all
your settings will be lost. These instructions assume that you want to complete the
installation now.

11. Click the Install button.

The Setup Status screen appears, displaying a progress bar that indicates the
status of the installation process.
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Meridiurn APM Frarnework - InstallShield Wizard
Setup Status .

The InztallShield \Wizard iz installing Mendium APM Framework,

Inztalling

C:%Program Files'M erdiumChents0.0.0.0. 0% agicLibran. dll

[miztallS hield

Cancel

After the progress bar reaches the end, a message appears, indicating that the
ADOMD.Net is being configured. After ADOMD.Net is configured, the InstallShield
Wizard Complete screen appears.

hderidiurm APk Framewaork - InstallZhield Wizard

InztallShield Wizard Complete

The InstallShield Wizard has succezsfully installed benidium
APM Framework. Click Finish to exit the wizard.

< Back Cancel
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12. Click the Finish button.

The Meridium APM Framework installer closes. Additionally, if you indicated that a
shortcut should be installed with the application, the icon will appear on the
desktop. At this point, you should refer back to the checklist.
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Installing the Meridium APM Framework and Select
Administrative Applications

The following instructions provide details on installing applications on a 32-bit or 64-bit
APM Framework machine using the Custom option. The Custom option allows you to
select the administration applications that you want to install in addition to the
Meridium APM Framework application.

These instructions assume:

That the APM Framework machine meets the hardware and software require-
ments.

The Application Server machine is already set up.

The user on this Meridium APM Framework machine will need to be able to use
administrative applications (e.g., Configuration Manager).

The user on this Meridium APM Framework machine will need to be able to
design reports.

To install the Meridium APM Framework and administrative applications on the
Meridium APM Framework machine:

1.

On the Meridium APM Framework machine on which you want to install the
Meridium APM Framework and administrative applications, insert the Meridium
APM distribution DVD, and navigate to the folder General Release\Meridium
APM Framework and Server Setup\Setup\Meridium APM Framework.

Double-click the file setup.exe.

A message appears, asking if you want to allow the installer to make changes to
your machine.

Click the Yes button.

The Meridium APM Framework installer appears, displaying the Prepare Setup
screen, which contains a progress bar.
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-

Meridiurm APM Framework - InstallShield Wiizard | B (S|
Preparing Setup '

Fleaze wait while the [nstallShield \Wizard prepares the setup.

M eridium AP Framework Setup is preparing the InstallShield *wizard, which will guide you
thraugh the rest af the setup process. Please wait,

[nztallS hield

Cancel

After the progress bar reaches the end, the Welcome screen appears.

Meridiurm APM Frarmewark - InstallShield Wizard

Welcome to the InstallShield Wizard for
Mendium APM Framework

The APK Framewark. application will be installed an this
machine. To continue, click the Mexst buttan.

< Back [ Mewut » _][ Cancel
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4. Click the Next button.

The License Agreement screen appears.

Meridium APM Framework - InstallShield Yizard ==
Licenze Agreement i
Fleaze read the following icense agreement carefully. ‘
EMND-TESEE LICEMNSE AGEEEMENT FOFE. MEETDITUI -
SOFTWAERE

m

MPORTANT - BEEAD CAREFULLY

This program contams matenal that 15 proprietary and confidential to
Ilendum, Inc. and 15 protected by copynght law and mternational
treaties. se of this program iz limited and restricted by the terms of a _

) SRR VAR B P Y, RPN, UV RPPURPELI .2 PV VU UVR R T P

| accept the terms of the icense agreement | Frint |

@ | do not accept the termz of the licenze agreement

| < Back | M et > | Cancel |

5. Read the entire license agreement, and then select one of the following options:

. | accept the terms of the license agreement, if you agree to the terms of the
license agreement and want to continue. These instructions assume that you
want to continue.

« | do not accept the terms of the license agreement. This option is selected
by default. If you do not agree to the terms of the license agreement and do
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not want to continue, click the Cancel button to exit the installer.

] kderidiurn APk Framewark - Installzhield Wizard :|
Licenze Agreement - -
Pleaze read the following license agreement carefully. ‘ -
EMD-UZEE. LICEMNSE AGEEEMENT FOFE MEEIDIUI o
SOFTWARE

m

APOETANT - EEATD CAREFULLY

This program contains matenal that 15 proprietary and confidential to
Ileridium, Inc. and 13 protected by copyright law and mternational
treaties. Use of this program 1s hmited and restricted by the terms of a _

3 ORI S S A Y, EPSPYUDS: DSUPIPR IPPSPULE . P, [P T M

@) | accept the terms of the licenze agreement | Frint |

| do niot accept the termg of the license agreement

| < Back |[ Mext > ]| Cancel |

The Next button becomes enabled.

CEHint: If you want to print the license agreement, click the Print button.

6. Click the Next button.

The Setup Type screen appears, asking which setup you want to use: Custom or
Typical.
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hderidiurm APk Framewaork - InstallZhield Wizard
Setup Type

Select the setup tupe that best zuitz your needs.

Click the type of setup you prefer.

Costam Drescription
Installs the English versian of
AP Framework without
adminigtrative applications or
ather languages
|riztallS hield

[ < Back ][ Mext > ][ Cancel ]

CEHint: Select the options in the left pane to view a description of that option in
the Description section to the right.

7. Select the Custom option, and click the Next button.

The Select Installation Location screen appears.
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Meridium APM Framewark - InstallShield Wizard =

Select Installation Location i

G [nztall Merndium APM Framewark, tar:

C:\Program Filez\Meridium Change. ..

| < Back |[ et = ]| Cancel |

By default, the Meridium APM applications will be installed in the C:\Program
Files\Meridium folder. You can, however, specify a different location for the files.

8. If you are satisfied with the installation location, click the Next button.
_Or_

If you want to specify a different file path, click the Change button, and navigate to
the location where you want the applications to be installed. The file path that you
select will appear in place of the default file path. When you are satisfied with the
file path, click the Next button.

The Select the features you want to install screen appears.
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0.

10.

Meridium APM Framework - InstallShield Wizard | x| |

Select the features you want to install W

e Pk Framework, -~ Description

E||:| Administrative Toolz Inztalls the b endium APk
Framewark. applicatian.

322 93 MB of zpace required on the C drive
1644992 MB of zpace available on the C dive
| rztallS kield

< Back | Mest = I Cancel

The APM Framework check box is selected by default.
Select the Administrative Tools check box.

The subnodes are selected.

o[l 5P Frarnewark,
Bl A dministrative Tools

i [w] Canfiguration Manager

i-[w Data Source Manager

: -[w] Schedule Manager
Adapter for S5R5 Designer
[ URL Manager

VS TA for Strategy

CEHint: If this machine will be used to create and modify reports, you should
select the Adapter for SSRS Designer check box. Keep in mind, however, that the
installer will check the corresponding prerequisites before you can complete the
installation.

Clear the check boxes to the left of the administrative applications that you do not
want to install.

-0r-

If you want to install all the administrative applications, accept the default settings.
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11. Click the Next button.

The installer checks your machine for the required prerequisites for the features
that you want to install.

« If one or more prerequisites are missing on the machine, the Meridium Installer
screen will appear and display a message that indicates which prerequisites still
need to be installed on the machine before you can install the feature that is
dependent on that prerequisite. This message also indicates what you can do to
continue.

If you see this screen, you should read the message in detail, and either click
the Back button to clear the selection whose prerequisites are missing, and
then continue through the installation without installing that component, or
close the installer, install the missing prerequisite, and then run the installer
again later.

« If all the necessary prerequisites are found on your machine, the Application
Server Name screen appears.

Meridium APM Framewark - InstallShield Wizard ==
Application Server Hame i,

Fleaze enter the name of pour APM Application Server.

Server

| ¢ Back |[ Mexst » ]| Cancel |

12. In the Server text box, type the name of the machine that serves as the Meridium
APM Application Server.

13. Click the Next button.

The Setup Type screen appears, asking if you want to create shortcuts on your
desktop.
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Meridium APM Framewark - InstallShield Wizard =
-5
Setup Type i
Select the setup tupe that best zuitz your needs. | -

Do pou want to create Deskiop Shortouts?

@ Tex

Mo

| < Back |[ et = ]| Cancel |

By default, shortcuts will be created on the desktop of the APM Framework
machine: one for each application that you install. You can, however, choose not
to create the shortcuts.

14. If you want shortcuts to be created on the desktop when the applications are
installed, accept the default selection, Yes, and click the Next button.

-0r-

If you do not want to shortcuts to be created on the desktop when the applic-
ations are installed, select No, and click the Next button.

The Complete the Installation screen appears.
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Meridium APM Framework - InstallShield Wizard =
Complete the Inztallation .

Click the Inztall button to continue,

[F oL want ta review or change any of your installation zettings, click the Back button. Click
the Cancel button to exit the wizard.

| < Back |[ Irigtall ]| Cancel |

This screen contains a message indicating that you can change your settings on
any of the previous screens by clicking the Back button, or you can close the
installer by clicking the Cancel button. If you cancel the installation, however, all
your settings will be lost. These instructions assume that you want to complete the
installation now.

15. Click the Install button.

The Setup Status screen appears, displaying a progress bar that indicates the
status of the installation process.
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hderidiurm APk Framewaork - InstallZhield Wizard
Setup Status

The InztallShield \Wizard iz installing Mendium APM Framework,

Inztalling

C:%Program Files'M erdiumChents0.0.0.0. 0% agicLibran. dll

[miztallS hield

Cancel

After the progress bar reaches the end, a message appears, indicating that the
ADOMD.Net is being configured. After ADOMD.Net is configured, the InstallShield
Wizard Complete screen appears.

hderidiurm APk Framewaork - InstallZhield Wizard

InztallShield Wizard Complete

The InstallShield Wizard has succezsfully installed benidium
APM Framework. Click Finish to exit the wizard.

< Back Cancel
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16. Click the Finish button.

The Meridium APM Framework installer closes. Additionally, if you indicated that
shortcuts should be installed with the corresponding applications, those icons will
appear on the desktop. At this point, you should refer back to the checklist.
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Performing a Silent Installation on APM Framework
Machines

A silent installation is one in which the user of a machine does not interact with the
installation process while the Meridium APM applications are installed. To do so, you
will need to perform the APM Framework installation once in record mode, which will
record all the settings that you select in the installer to an ISS file. You can then use the
ISS file to silently install on each APM Framework machine an identical installation to
the one that was recorded in the ISS file.

The following instructions provide an overview of how you can perform a silent install-
ation. Depending upon the structure of your company and its workstations, you may
need to perform additional steps.

These instructions assume that all the APM Framework machines meet the hardware
and software requirements.

To perform a silent installation an APM Framework machines:

1. Copy the Meridium APM Framework installer files to a local drive on an APM
Framework machine.

2. On the APM Framework machine, run the Meridium APM Framework installer in
record mode. This will create an ISSfile.

To do so, use the following command prompt: setup.exe /r /f1 "<folder
path>\<ISS file name>"

...where:

« <folder path> is the path to the folder where the Meridium APM Framework
installer files were saved and in which you want the ISS file to be created.

« <ISS file name> is the name that you want to give to the ISS file that will be
created after the Meridium APM Framework installer runs in record mode.

As you navigate through the Meridium APM Framework installer in record mode,
ALL the settings that you specify will be recorded to the ISS file, which you can use
to perform an identical installation on any other Meridium APM Framework
machine.

CEHint: If you want to install different applications on some APM Framework
machines, you can run the installer in record mode for each ISS file that you
want to create.

3. Copy the ISS file to each APM Framework machine where you want to perform an
identical installation to the one that you ran in record mode.

4. Run the Meridium APM Framework installer in silent mode. This will perform the
installation that is recorded in the ISS file.

Confidential and Proprietary Information of Meridium, Inc. » Page 139 of 459



Performing a Silent Installation on APM Framework Machines

To do so, use the following command prompt: setup.exe /s /f1 "<ISS file path>",
where <ISS file path> is the file path to the ISS file on that machine.

The installation will be performed without any interaction from a user.
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Granting Windows Security Permissions

To use the Meridium APM Framework application, users must have the proper Windows
security permissions. You must configure the following permissions for any Windows
user or group that should be allowed access to the Meridium APM Framework applic-

ation:

Full control to the HKEY_CURRENT_USER\Software\Meridium hive in the Windows
Registry. These permissions are needed so that Meridium APM can add and
remove values to this hive in the Windows Registry.

Full control to the HKEY_LOCAL_MACHINE\Software\Meridium hive in the Win-
dows Registry. These permissions are needed so that Meridium APM can add and
remove values to this hive in the Windows Registry.

Full control to the root Meridium APM folder (e.g., C:\Program Files\Meridium)
and subfolders. Write, modify, and delete permissions are needed to support the
Application Updater, which must be able to copy files to and remove files from the
Meridium APM folder and its subfolders. Additionally, write and modify per-
missions are needed to support Configuration Manager tasks, such as working
with rule projects. These permissions must be set before users access Meridium
APM for the first time.

Full control to the folder <root drive>:\Program Files (x86)\Microsoft Visual Stu-
dio <version>\Common7\IDE\PrivateAssemblies, where Microsoft Visual Studio
<version> is version-specific folder in which the Visual Studio software is installed
(e.g., Microsoft Visual Studio 8, 9.0, and so on). These permissions are needed to
support the Application Updater and must be set for each version of SQL Server
Business Intelligence Development Studio that is installed. If you are using a 32-bit
Meridium APM Framework machine, note that you will use the Program Files
folder (not Program Files (x86)).

Note: How you grant these permissions will depend upon your security policies and
the operating system that is being used. For example, on the Windows XP operating
system, these permissions can be granted by making users Administrators on the
machine. On the Windows 7 operating system, full control must be granted to the
appropriate folders, even for Administrators. Refer to the documentation for your Win-
dows operating system for details on configuring these permissions.
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Installing Microsoft Visual Studio Tools for Applic-
ations

Why Does This Software Need to Be Installed?

Microsoft Visual Studio 2005 Tools for Applications (VSTA) is a third-party application
that Meridium APM uses as the Meridium APM Rules Editor. The Meridium APM Rules
Editor is available in the Configuration Manager application for writing and editing busi-
ness rules and is also available in the Meridium APM Framework application for working
with Strategy rules. This means that VSTA must be installed if you want to:

« Install the Configuration Manager application.

« Work with Strategy rules in the Meridium APM Framework application without
installing the Configuration Manager.

If you plan to implement either of the preceding scenarios, VSTA must be installed
before you install the Meridium APM Framework application. When you run the
Meridium APM Framework installer and select either of these options, the installer will
check to make sure that VSTA has been installed. These options will not be allowed
unless VSTA is already installed.

Note: If you are using a 64-bit APM Framework machine and you want to use the
debugging feature in VSTA, you will also need to install the Microsoft Visual Studio
2005 Remote Debugger software on that machine.

Where Does This Software Need to Be Installed?

Microsoft Visual Studio 2005 Tools for Applications (VSTA) must be installed on every
Meridium APM Framework workstation where you want to Install the Data Configuration
Manager application or work with Strategy rules in the Meridium APM Framework applic-
ation without installing the Configuration Manager. Note that MSXML must also be
installed on these workstations.

Performing the Installation

To install Microsoft Visual Studio 2005 Tools for Applications:

1. On the Meridium APM Framework workstation, insert the Required 3rd Party Com-
ponents DVD, and navigate to the folder Visual Studio Tools for Applications.

2. Double-click the file vsta_aide.msi.

The installer starts running, and the Microsoft Visual Studio 2005 Tools for Applic-
ations dialog box appears to show the progress of the installation.
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Microsoft Visual Studio 2005 Tools for Applications - ENU

]|
155

When the installation is complete, the dialog box will close automatically.
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Installing Microsoft Visual Studio 2005 Remote
Debugger

Why Does This Software Need to Be Installed?

If you have Microsoft Visual Studio 2005 Tools for Applications (VSTA) installed on a 64-
bit Meridium APM Framework machine and you want to use the debugging feature in
VSTA, the Microsoft Visual Studio 2005 Remote Debugger software must be installed on
that machine. Otherwise, the debugging feature will not work.

Where Does This Software Need to Be Installed?

Microsoft Visual Studio 2005 Remote Debugger must be installed on every 64-bit
Meridium APM Framework machine where you want to use the debugging feature in
VSTA. Microsoft Visual Studio 2005 Tools for Applications (VSTA) must be installed
before you can install the Remote Debugger software.

Performing the Installation

To install Microsoft Visual Studio 2005 Remote Debugger on a 64-bit Meridium APM
Framework machine:

1. On the Meridium APM Framework workstation, insert the Required 3rd Party Com-
ponents DVD, and navigate to the folder Visual Studio Tools for Applications.

2. Double-click the file rdbgsetup.exe.

A message appears, asking if you want to allow rdbgsetup.exe to make changes to
your computer.

3. Click the Yes button.

A dialog box appears, containing a progress bar. After the progress bar reaches
the end, the Microsoft Visual Studio 2005 Remote Debugger (X64) Setup installer
appears, displaying the Welcome screen.
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j:_%l Microsoft Visual Studie 2005 Remote Debugger (x04) Setup El [=] @

Welcome to Microsoft Visual Studio 2005
Remote Debugger (x64) Setup

This wizard will guide you through the installation process.

4. Click the Next button.

The End-User License Agreement screen appears.
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j‘ﬁ‘ Microsoft Visual Studio 2005 Remote Debugger (x64) Setup E [=] @

End-User License Agreement

End-User License Agreement S

MICROSOFT SOFTWARE LICEMSE TERMS
MICROSOFT VISUAL STUDIO 2005 REMOTE DEBUGGER

These license terms are an agreement between Microsoft Corporation {or based on
where you live, one of its affiliates) and you. Please read them. They apply to the
software named above, which indudes the media on which you received it, if any, The
terms also apply to any Microsoft

« updates,

« supplements,

-

By dicking "I accept the terms of the License Agreement”™ and proceeding to use the
product, I indicate that I have read, understood, and agreed to the terms of the End-User
License Agreemerit.

< Back | | | | Cancel

5. Read the end-user license agreement, and then click the | accept the terms of the
License Agreement check box.

The Install button is enabled.
6. Click the Install button.

The Setup dialog box appears, displaying a progress bar, indicating the progress
of the installation process. After the progress bar reaches the end, the Remote

Debugger screen appears.
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j:_%l Microsoft Visual Studie 2005 Remote Debugger (x04) Setup El [=] @

Remote Debugger

Click Mext to launch the Remote Debugger Wizard.

It is highly recommended that you download and install the latest service packs and
security updates for this product,

For maore infarmation, visit the following Web site:

7. Click the Next button.

The Microsoft Visual Studio 2005 Remote Debugger (X64) Setup installer closes,
and the Visual Studio 2005 Remote Debugger Configuration Wizard appears, dis-
playing the Welcome screen.
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Visual Studic 2005 Rermnote Debugger Configuration Wizard @

Welcome to the Visual Studio
2005 Remote Debugger
Configuration Wizard

This wizard will configure how the remote debugger runs
an this computer,

To continue, dick Mext,

< Back Mext = ] [ Cancel

8. Click the Next button.
The Configure the Visual Studio 2005 Remote Debugger Service screen appears.
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Visual Studio 2005 Remote Debugger Configuration Wizard @

Configure the Visual Studio 2005 Remote Debugger Service t?_’gl

The remote debugger can be run as either a Windows service or a Windows application.
Running the remote debugger as a service allows administrators to easily debug server
applications such as ASP.MET without logging on to the remote computer.

However, running the remote debugger as a service causes it to always run and listen on the
network. Itis not recommended to run the remote debugger as a service for debugging dient
applications.

[ ]Run the "Visual Studio 2005 Remote Debugger™ service

LocalSystem

I < Back H MNext = ]I Cancel

9. Accept the default selection, and click the Next button.

The Configure the Windows Firewall for Debugging screen appears.
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Visual Studio 2005 Remote Debugger Configuration Wizard @

Configure the Windows Firewall for Debuagging t?_’gl

The Windows Firewall on this machine is currently blocking remote debugging. The remote
debugger (msvsmon.exe) must be allowed to receive information from the netwark, Remote
debugging also requires DCOM (TCP Port 135) and IPSEC (UDP 4500 / UDP 500) be
unblocked.

What would you like to do?

Allow only computers on the local network (subnet) to connect to the remote
debugger

Allow any computer to connect to the remote debugger

10. Click the Allow only computers on the local network (subnet) to connect to the
remote debugger option.

The Next button is enabled.
11. Click the Next button.

The Completing the Visual Studio 2005 Remote Debugger Configuration Wizard
screen appears, displaying a message indicating that you have successfully com-
pleted the configuration process.
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Visual Studic 2005 Remote Debugger Configuration Wizard @

Completing the Visual Studio
2005 Remote Debugger
Configuration Wizard

You have successfully completed the Visual Studio 2005 Remote
Debugger Configuration Wizard,

To dose this wizard, dick Finish.

[ < Back ][ Finish J Cancel

12. Click the Finish button.

The Visual Studio 2005 Remote Debugger Configuration Wizard closes. At this
point the Visual Studio 2005 Remote Debugger software is successfully installed
and configured.

Confidential and Proprietary Information of Meridium, Inc. * Page 151 of 459



Report Server Installation and Configuration Tasks

Report Server Installation and Configuration Tasks

Microsoft SQL Server Reporting Services is a third-party component that the Meridium
APM system uses to support its reporting functionality. After SQL Server Reporting Ser-
vices has been installed, you will need to configure the Report Server and set it up to be
used with Meridium APM. Some of the configuration tasks that you must perform are
standard SQL Server Reporting Services procedures that must be performed for any new
installation of SQL Server Reporting Services. This documentation does not provide
details on configuring standard aspects of the Report Server.

For information on setting up the Report Server, see the SQL Server Setup Help, which
you can access on the Report Server via the Reporting Services Configuration Manager,
which should have been installed when you installed SQL Server Reporting Services.

For information on how the Report Server works within the Meridium APM system, click
here.

After the Report Server has been set up, you will need to complete various additional
tasks to ensure the proper functioning of the Report Server with Meridium APM. The fol-
lowing table provides a list of tasks that must be performed.

Step  Task Location Required/Optional  Notes
1 Ensure your system meets  SQL Server Required None
the hardware and software  Report Server
reguirements.
2 Install the Meridium APM SQL Server Required None
Adapter for SSRS. Report Server
3 Configure Permissions for | SQL Server Required Meridium
the Report Server Report Man- APM users
ager must have
permission
to access the
Report
Server in
order to
manage
reports in
Meridium
APM.
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Step

4

Task

Location

Required/Optional

Configuring Meridium APM = Configuration Required

to Use the Report Server

Manager

Notes

The
Meridium
APM system
must be able
to access the
Report
Server in
order for
users to
manage
reports on
that server.
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Step  Task Location Required/Optional  Notes

5 Deploy all reports to the Configuration Optional Manual

Report Server Manager deployment
of all reports
is optional
but may be
desirable if
you prefer
not to grant
all users the
Content Man-
ager role.

If you will
use trans-
lations in
Meridium
APM, you
should
deploy your
reports
after com-
pleting the
steps for
deploying
translations
.Doing so
will ensure
that the
reports on
the Report
Server are
available for
all the lan-
guages that
you want to
use with
Meridium
APMandthat
all the latest
translated
strings are
used by
reports.
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Installing the Meridium APM Adapter for SSRS

The Meridium APM Server and Add-ons installer allows you to install various com-
ponents in addition to the Meridium APM Adapter for SSRS. Instructions for installing
other components are provided elsewhere in this documentation.

Note: The APM System Administration tool is installed along with the Meridium APM
Adapter for SSRS.

These instructions assume that your system meets the hardware and software require-
ments.

Note: IIS will be reset automatically by the installer before the installation process
begins.
To install the Meridium APM Adapter for SSRS:

1. On the SQL Server Report Server machine, insert the Meridium APM distribution
DVD, and navigate to the folder General Release\Meridium APM Framework and
Server Setup\Setup\Meridium APM Server and Add-ons.

2. Double-click the file Setup.exe.

A message appears, asking if you want to allow the installer to make changes to
your machine.

3. Click the Yes button.

The Meridium APM Server and Add-ons installer appears, displaying the Pre-
paring Setup screen, which contains a progress bar.
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Meridium APM Server and Add-ons - InstallShield Wizard
Preparing Setup

Pleaze wait while the InztallShield \Wizard prepares the zetup.

Meridiurn APM Server and Add-onz Setup iz preparning the [nstallShield Wizard, which will quide
youl through the rest of the setup process. Pleaze wait.

]

[mztalls hield

Cancel

After the progress bar reaches the end, the Welcome screen appears.

Meridium APM Server and Add-ons - InstallShield Wizard E2 |

Welcome to the InstallSheld Wizard for
Merndium APM Server and Add-onz

The Install5 hield ‘Wizard will install Meridium APM Sereer
and Add-ong on your computer. To continue, click Mest.

< Back | M et > I Cancel

4. Click the Next button.
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The License Agreement screen appears.

Meridium APM Server and Add-ons - InstallShield Wizard | x| |

License Agreement w-‘h
Pleaze read the following license agreement carefully. I L.
EMD-USER LICEMSE AGREEMENT FOR MERIDIUKM SOFTWARE -

IMPORTAMT - READ CAREFULLY

Thiz program contains matenal that iz proprietarny and confidential o Meridium, [hc, and iz
protected by copynght law and international reaties. e of thiz program iz limited and
reztricted by the terms of a licenze agreement with Mendium, Inc. This program may not be
copied or distributed except az zpecifically permitted in the license agreement. Any
unautharized use, repraduction ar distribution of this pragram can result in severe civil ar
criminal penaltiez and will be progecuted to the maximum extent pozzible. 'ou may not

alter, remove ar destroy any copynght notice or confidential, proprigtany, secret or other

zimilar legends placed on or with Menidiunm products. j

" | accept the terms of the license agreement Frint |

€+ | do not aceept the terms of the license agreement

|mztallShield

< Back | =T I Cancel |

5. Read the entire license agreement, and then select one of the following options:

« | accept the terms of the license agreement, if you agree to the terms of the
license agreement and want to continue. These instructions assume that you
want to continue.

. | do not accept the terms of the license agreement. This option is selected
by default. If you do not agree to the terms of the license agreement and do
not want to continue, click the Cancelbutton to exit the installer.

The Next button is enabled.
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Meridium APM Server and Add-ons - InstallShield Wizard | x| |
License Agreement ‘@m
Pleaze read the following license agreement carefully. l -
EMD-USER LICEMSE AGREEMENT FOR MERIDIUKM SOFTWARE -

IMPORTANT - READ CAREFLULLY

Thiz pragram containg matenial that iz proprietan and confidential o Meridium, [me and iz
pratected by coperight law and interational reaties. Usze of thiz program ig limited and
resticted by the terms of a licenze agreement with Mendium, Inc. Thiz program may not be
copied or diztributed except az specifically permitted in the licenze agreement. Any
unauthorized use, reproduction or distribution of this program can result in severe civil or
criminal penalties and will be prosecuted to the maximum extent pozsible. vou may not

alter, remove of destroy any copyright notice or confidential, proprietary, secret or other

gimilar legends placed on or with Merndium products, ll

% | accept the termsz of the icenze agreement Prirt |

™ | do not accept the terms of the license agreement

[Fetalls hield

< Back | Mest = I Cancel |

| CEHint: If you want to print the license agreement, click the Print button.

6. Click the Next button.

The Select Installation Location screen appears, prompting you to select the loc-
ation where the software will be installed. By default, the software will be installed
in the following folder: C\Program Files\Meridium.
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Meridium APM Server and Add-ons - InstallShield Wizard | x| |

N

Select Installation Location -,

' 'W-'?‘r.lll.
G |nztall Mendium AP Server and Add-ons to;
C:4%Program FilesM endium Change... |

[Fetalls hield

< Back | Mest = I Cancel

7. If you are satisfied with the default location where the software will be installed,
click the Next button.

-0r-

If you want to change the location where the software will be installed, click
the Change button, and navigate to the location where you want to install
the software. The folder path that you select will be displayed in place of the
default folder path. When you are satisfied with the installation location,
click the Next button.

The Select the features you want to install screen appears, and the
Meridium APM Application Server node is highlighted automatically in the
tree.
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Meridium APM Server and Add-ons - InstallShield Wizard
Select the features you want to install w

(SRM 4 eridivm AP Application Server -~ Description
[ Configuration banager Installs the APM Application
[ Meridium APM Adapter for S5RS Designe Egﬁ;&ﬁ:ﬂ these et

-] Mer?d?um APM Adapter fu:ur SSHS D atabase Uﬁgrade Manager, .

=1 Meridium AP Sync Services with Operator Diata Source Manager,
~[_1Default Language (English) Schedule Manager, URL
-] Chinese(Simplified) Manager. Optionally installs
~[Dutch Configuration Manager, if

CF M h - pre-reguizites are installed.

~[_|Frend

l | _'*I_I

20.93 MB of zpace required on the C drive
1641916 MEB of space available on the C drive
| rztallS hield

< Back | Mext » I Cancel

rIMPORTANT: The Select the features you want to install screen lets you specify
which features you want to install on the SQL Server Report Server machine.
Theseinstructions assume that you want to deploy only Meridium APM Adapter
for SSRS option.

8. Inthe tree, select the Meridium APM Adapter for SSRS check box.
9. Click the Next button.

The Choose Destination Location screen appears.
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10.

11.

Meridium APM Server and Add-ons - InstallShield Wizard | x| |

N

Choose Destination Location -,

Select falder where zetup will inztall files.

Browse to the folder containing the rareportzerver.config that you want to modify.

leghMicrozoft SHL ServerthdSRS10 B0MSSHLSERVER\Reporting Services\Reports ervert

Browse... |

[Fetalls hield

< Back | Mest = I Cancel

This screen specifies the location of the file rsreportserver.config. The installer will
search for the file, and if it finds it, the text box will be populated automatically
with the detected location. If the installer cannot find the file, however, the text
box will be empty, and you can browse to the location of the file.

If you are satisfied with the selected location, click the Next button.
-Or_

If you want to select a different file in a different location (if you have multiple
instances of Microsoft SQL Server Reporting Services on this machine) or if the
installer was unable to find any instance of Microsoft SQL Server Reporting Ser-
vices, click the Browse button, and navigate to the appropriate location. The file
path that you select will appear in the text box in place of the default file path.
When you are finished, click the Next button.

The Complete the Installation screen appears, indicating that you can use the
Back button to modify the settings. In addition, if you do not want to complete the
installation at this time, you can click the Cancel button to close the installer. If
you do so, however, all your settings will be lost.

Click the Install button.

The Setup Status screen appears, which displays a progress bar that shows the
progress of the Meridium APM Server and Add-ons installation process.
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Meridium APM Server and Add-ons - InstallShield Wizard
Setup Status

The InztallShield *izard iz instaling Mendium AP Server and Add-ons

C: Al zerzbmeciureidpph atatLocalt TemphSFGE1 2dE. mab FLA. chm

|

[rztallS hield

Canicel

After the progress bar reaches the end, a message appears, indicating that your

server is being configured. After your server is configured, the Installation is Com-
plete screen appears.

Meridium APM™ Server and Add-ons - Installshield Wizard |

Installation iz Complete

Meridium AP Server and Add-onz have been installed
succezsfully. Click the Finigh button to close this window,

[T Launch &P System Administration now.

< Back | Finizh I LCancel

Confidential and Proprietary Information of Meridium, Inc. » Page 162 of 459



Installing the Meridium APM Adapter for SSRS

12.

13.

This screen contains a message, indicating that Meridium APM Server and Add-
ons has been installed successfully. You can also select to optionally launch the
APM System Administration tool when the installer window closes. By default, this
option is set to No.

If you do not want the APM System Administration tool to be launched as soon as
you click the Finish button, accept the default selection.

-0r-

If you do want the APM System Administration tool to be launched at this time,
select the Launch APM System Administration now check box.

Click the Finish button.

The Meridium APM Server and Add-ons installer closes. Additionally, if the
Launch APM System Administration now check box was selected, the APM Sys-
tem Administration window appears. At this point, you should refer back to the
checklist.
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Configuring Permissions for the Report Server

SQL Server Reporting Services reports can be created through the Meridium APM Frame-
work application and saved to the Meridium APM Catalog. Reports that exist in the
Meridium APM Catalog are stored on the Report Server using a corresponding folder
structure, which can be viewed through the SQL Server Report Manager.

All new installations of SQL Server Reporting Services will include a root \\Home folder.
Subfolders can be created within the \\Home folder. When SQL Server Reporting Ser-
vices reports are accessed through Meridium APM, they are deployed to the Report
Server within the folder structure defined in the Report Manager. Deploying occurs
when a user creates a new report or accesses an existing report from the Meridium APM
Catalog for the first time.

The first time a report is deployed to the Report Server, the folder \\Home\Meridium is
created automatically. Within the folder \\Home\Meridium, subdirectories are created
automatically as needed, as reports are created and viewed within the system. The fol-
lowing format is used for creating directories to store report files:

\\Home\Meridium\<Data Source Name>\<Meridium APM Catalog Path>
...where:

« <Data Source Name> is the name of the data source that was used for creating
the report.

Note: Any special characters that are included in the data source name will not
be included in the corresponding folder on the Report Server as SQL Server
Reporting Services does not allow special characters in folder paths. Special char-
acters will be removed from the data source name automatically when the
folder is first created.

« <Meridium APM Catalog Path> is the full path to the report in the Meridium APM
Catalog.

To view and modify reports that are stored on the SQL Server Report Server from the
Meridium APM Framework application, Meridium APM users must be logged in to
Meridium APM via a Windows user account that has permission to access the folder in
which the reports are stored on the Report Server.

« Users who need to be able to create, modify, and deploy reports must be granted
the Content Manager role at the level \\Home\Meridium and lower.

« Users who need to view reports that have already been deployed by other users
must be granted the Browser role at the level \\Home\Meridium and lower. For
all users, the Browser role is sufficient at the level \\Home.

Note: Users with the Browser role at the level \\Home\Meridium and lower will

not be able to view reports that have not yet been deployed to the Report Server
in those folders, even if they exist in the Meridium APM Catalog.
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Permissions can be assigned to users and groups via the SQL Server Report Manager.
You can assign permissions to individual Windows users or to Windows security groups.
To make configuration easier, you may want to create a group specifically for Meridium
APM users, assign the appropriate Windows users to that group, and then assign that

group the necessary permissions.

Note: All users who are Windows Administrators on the Report Server machine will

be able to access all reports without needing any additional privileges. The Content
Manager role needs to be assigned only to Windows users who are not Administrators

on the Report Server.
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Configuring Meridium APM to Use the Report
Server

The SQL Server Report Server stores the SQL Server Reporting Services reports that can
be viewed and managed in Meridium APM. To integrate SQL Server Reporting Services
with Meridium APM, you must define the SQL Server Reporting Services instance that
you want to use for a given Meridium APM database. The Configuration Manager applic-
ation provides a feature that lets you do so. After you have defined the SQL Server
Reporting Services instance that you want to use for a given Application Server and data
source, Meridium APM will use that Report Server for storing the reports that are cre-
ated and accessed on that Application Server and database.

To define the SQL Server Report Server for a given database:

1. In the Configuration Manager, on the Configuration Manager main menu, click
Tools, point to Global Preferences, and then click SQL Server Report Server.

The SQL Server Report Server window appears.
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’@ S0L Server Report Server El@ﬁ
SQL Server Report Server

Server Mame:

Web Service: |

Deploy || oK || Close

2. In the Server Name text box, type the name of the server on which the desired
instance of SQL Server Reporting Services has been installed and configured.

Note: If you do not specify the protocol for the server, HTTP will be assumed. If
the SQL Server Report Server is a secured server, you can type HTTPS: //
[Server Name] to indicate that an HTTPS connection should be used. If the
SQL Server Report Server is not secured, you can type HTTP: // [Server Name]
or you can omit the protocol and simply type the server name.

3. In the Web Service text box, type the name of the Report Server Virtual Directory
that has been created for the instance of SQL Server Reporting Services that you
want to use for the current Meridium APM Application Server and data source. If
you have never before defined the SQL Server Report Server for this data source,

the Web Service will be set to ReportServer by default, which is the name of the
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virtual directory created for the first SQL Server Report Server instance that is
installed on a given server. You can modify the default value if needed.

If the server specified in the Report Server text box contains multiple instances of
SQL Server Reporting Services, be sure to specify the virtual directory of the
instance that you want to use for the Application Server and data source to which
you are currently connected.

4, If desired, click the Deploy button to deploy all existing reports to the specified
report server.

5. Click OK.

The settings are saved to the database.
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About Report Deployment

When Meridium APM Security Users access reports in the Meridium APM Framework
and Meridium APM Web Framework applications, they are actually viewing reports that
are stored on the SQL Server Report Server and referenced by the Meridium APM Cata-
log items that identify them. In other words, the reports themselves reside outside of
the Meridium APM system but can be viewed from within the Meridium APM Frame-
work and the Meridium APM Web Framework. Before a report can be viewed, it must be
deployed to the SQL Server Report Server.

Deployment can be handled in the following ways:

« Manually for all reports at once. The user who will manually deployreports all at
once, must be logged in under a Windows user account that has been granted the
Content Manager role to all Meridium folders and subfolders on the Report
Server. When reports are deployed in this way, you will need to select from a list
the Meridium APM Cultures for which the reports should be deployed. The list of
cultures includes the Meridium APM Culture settings that are currently specified in
any Security User record in your database and the Invariant Language (Invariant
Country) option, which will deploy the reports in the default culture in which they
were created.

For each culture that you select, one version of each report will be deployed to the
Report Server and associated with that culture. After reports have been deployed
in this way, if the corresponding translations have been installed, when a user
runs a report and their Meridium APM Culture setting matches a report on the
Report Server, they will see that report. Otherwise, they will see the default version
of the report (i.e., the culture in which it was created). For example, assume that
the total number of baseline reports is 20 and that you want to deploy all the
baseline reports so that users with the following culture settings can view them:

m English
m Spanish
s German

In this case, when you deploy the reports, you will deploy them for the following
corresponding cultures:

» Invariant (because baseline reports are associated with the English culture
by default)

= Spanish
= German

...and when the reports are deployed for these cultures, the Report Server will con-
tain 60 reports:

m 20 English reports
m 20 Spanish reports
m 20 German reports
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You might want to deploy all reports at once:

m When you install Meridium APM for the first time and want to deploy all
baseline reports so that they are immediately available for Meridium APM
users.

» If you implement a new Report Server and want to deploy all reports
(baseline and custom) to the new server so that they will be available for
Meridium APM users.

m Whenever you upgrade to a new version of Meridium APM and want to
deploy any new reports.

m If you are using translations in Meridium APM and want reports to be avail-
able for multiple cultures.

m If you are using translations in Meridium APM and you have created custom
translations that you want to be displayed in the reports.

Note: Any report that has not been deployed manually will be deployed automatically
when a user tries to view it. Therefore, manual deployment of all reports is optional
but may be desirable if you prefer not to grant all users the Content Manager role.
Additionally, when automatic deployment occurs on an as-needed basis, it can take
several moments for the report results to appear. If all reports have already been

deployed to the server, it may reduce the delay in displaying the report results for the
first time.

« Automatically for individual reports. Reports are deployed automatically when:
m They are first created.

= On an as-needed basis, when the report is run within the Meridium APM
Framework or Meridium APM Web Framework applications.

When a user accesses a report, if it does not already exist on the Report Server, it
will be deployed automatically to the Report Server. When this happens, the
report is deployed using the Meridium APM Culture setting in the Security User
record of the user who deploys the report. For example, if a Security User whose
culture setting is empty deploys a baseline report, the default version (i.e., the cul-
ture in which it was created) of the report will be deployed to the Report Server.
Because the baseline reports are created in English, when those reports are
deployed, the English version of the report will be deployed. Likewise, if you
access a custom report that was created in a non-English language, and your
Meridium APM Culture setting is empty, the default version of the report will be
deployed.

For deployment to be successful, the user must be logged in under a Windows
user account that has been granted the Content Manager role to the appropriate
folder on the Report Server.
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Deploying All Reports to the Report Server

The following instructions provide details on deploying all existing reports to the SQL
Server Report Server. Note that this process will deploy to the Report Server ALL the
reports that exist in the Meridium APM Catalog in the Public and Baseline folders for
every culture that you specify. You do not have the option to deploy only some reports
(e.g., reports in certain folders or those that are not already deployed).

Note that the culture of the Security User who creates a report is considered the default
culture for that report. In other words, the source culture for the report, which does not
change. Baseline Meridium APM reports are created in English. Therefore, to deploy all
baseline reports for the English users, you will need to deploy them for the default cul-
ture using the Invariant Language (Invariant Country) setting. Likewise, if a Security User
with a Spanish culture setting creates a report, the default culture for that report is Span-
ish. For users with a German culture to see that report in German, you will need to
deploy the reports for the German culture.

Note: While this process will attempt to deploy all reports defined in the Catalog,
each report will be deployed individually, and each individual deployment operation
may take several seconds. If your database contains many reports, the entire process
could take several minutes.

To deploy all reports to the SQL Server Report Server:

1. In the Configuration Manager, on the Configuration Manager main menu, click
Tools, point to Global Preferences, and then click SQL Server Report Server.

The SQL Server Report Server window appears.
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’@ S0L Server Report Server El@ﬁ
SQL Server Report Server
Sarver Name: |I".'1&ridium Report Server |
Web Service: |Heport5&nrer |
Deploy || OK || Close

2. Ensure that the Server Name and Web Service text boxes are populated with the
desired values. These settings identify the Report Server to which reports will be
deployed.

Note: If you modify these settings, when you click the Deploy button, a mes-
sage will appear, asking if you want to save them. If you save the updated set-
tings, reports will be deployed to the new server. If you choose not to save them,
reports will be deployed to the previously defined server.

3. Click the Deploy button.

The Select Cultures dialog box appears, displaying the list of cultures that are cur-
rently being used in Meridium APM Security User records.
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o

@ Select Cultures @

The following cultures are used by the Security Users in this

datasource. Select the culture for which you want to deploy the SSRS
reports, and then click OK.

[] Afrikaans

[] Albznian (Albania)

[[] Basque

[] Chinese (People’s Republic of China)
[7] Chinese (Simplified)

[] Chinese (Taiwan)

[] Dutch (Belgium)

[] English

[] English (United States) -

| »

m

| 0K | | Cancel |

CEHint: To deploy the reports in their default culture, select the Invariant Lan-
guage (Invariant Country) setting.

4. In the list, double-click the cultures for which you want to deploy reports.

The corresponding check boxes become selected.

@ Select Cultures @

The following cultures are used by the Security Users in this

datasource. Select the culture for which you want to deploy the S5RS
reports, and then click OK.

[] Afrikaans
[] Albanian (Albania) ‘_‘

L3

[] Basque

[] Chinese (People’s Republic of China)
Chinese (Simplified)

[] Chinese (Taiwan)

[ Dutch (Belgium)

m

¥ T

[] English {United States)

ok ] [ o ]

5. Click OK.

A message appears above the main display area to indicate that deployment is in
progress. As the process continues, the main display area is updated to indicate
the success or failure of each deployment attempt on a report-by-report basis.
Any unsuccessful attempt will be logged but will not prevent subsequent
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deployment attempts. Individual deployment operations may be unsuccessful for
various reasons, such as insufficient permissions to the appropriate Report Server

folder or the Report Server becoming unavailable during the process.

@ S0QL Server Report Server = | (=] &]

SQL Server Report Server

ServerName: | 2AVMHYDRAS |

Web Service: |HEDDrt Server |

Reports Deployment InProgress...

Public*Meridium*Reports*.55R5 2008 Report Deployed Successfully -
Public*Meridium*Reports"S5RS Report for City and State Deployed Successfully
Public*Merdium*Modules RCM*Analysis“RCM FailureMode Effects Analysis Deployed
Successfully

[ Cancel || oK || Close

When the deployment process is complete, a message will appear at the bottom
of the display area indicating that the report deployment is complete.

6. Click OK.

The SQL Server Report Server window closes.
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About the Meridium APM Database

The Meridium APM database contains all the data that can be accessed through the
Meridium APM applications, including tables that store records, metadata that defines
information about items such as families and system codes, and objects that can be
accessed through the Meridium APM Catalog. In order to use Meridium APM, you will
need to create a Meridium APM database.

Meridium APM supports two types of database servers:

« Oracle

« SQL Server

The first step in creating the Meridium APM database is to set up the desired database
server. While installing and configuring the database server exceeds the scope of this
documentation, you can use the links above to access generic information and
guidelines for setting up each type of server. After the database server has been set up
and properly configured, you will need to create the Meridium APM database.

The content in the Meridium APM database is segmented according to the license with
which it is associated. Licensed content is versioned for each Meridium APM release.
You can view a list of database licenses and the version information for each one in the
Meridium APM Framework or Configuration Manager application. Licenses must be
activated before the associated module(s) can be used.

Confidential and Proprietary Information of Meridium, Inc. » Page 175 of 459



Database Server Installation and Configuration Tasks

Database Server Installation and Configuration
Tasks

Depending upon the type of database that you will connect to, you will need to com-
plete different installation and configuration steps. This topic is organized by database
type: Oracle and SQL Server. If you will connect to an Oracle database, use the Oracle
checklist. If you will connect to a SQL Server database, use the SQL Server checklist.

Oracle

The following checklist should be used to install and configure an Oracle Database
Server, create the Meridium APM schema, and configure the Meridium APM Application
Server for use with Oracle.

How you distribute these tasks within your organization is up to you. You should, how-
ever, complete the steps in relatively the same order in which they are listed in the table.

Step Task Required/Optional

Ensure your system meets the basic Meridium APM sys-
tem architecture system requirements.

Required

Ensure that the Database Server machine meets the sys-
tem requirements.

Required

3 Install Oracle Server software on the Database Server. Required

Consider Oracle Server Globalization (non-Western
European language installs) on the Database Server.

Optional

Create and configure the Oracle database on your Data-
base Server.

Required

Create the Meridium APM Oracle schema on the Data-
base Server.

Required

Modify the default Oracle Client Globalization (non-
Western European language installs) on the Application

Server.
Optional

Note that the Oracle Universal Installer will read the Data-
base Server machine's Code Page and set the NLS_LANG
parameters automatically.
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Step Task Required/Optional

Configure the Meridium APM Application Server for
Oracle. This step includes completing the following tasks:

8 « Install Oracle Data Access Components (ODAC). Required
« Configure the TNS_ADMIN Environment Variable.
« Configure an Oracle Net Service Name.

On the Application Server, ensure that the operating sys-

9 tem is configured to allow network DTC access. Required
In the Data Source Manager application, specify the data
10 source that you want to use with Meridium APM applic- Required
ations.
SQL Server

The following checklist should be used to install and configure a SQL Server Database
Server, create the Meridium APM database, and configure the Meridium APM Applic-
ation Server for use with SQL Server.

Some steps will need to be performed on the Database Server machine and other steps
will need to be performed on other machines. How you distribute these tasks within
your organization is up to you. You should, however, complete the steps in relatively the
same order in which they are listed in the table.

Step Task Required/Optional
Ensure your system meets the basic Meridium APM sys- .

1 ; . Required
tem architecture system requirements.

2 Ensure th.at the Database Server machine meets the sys- Required
tem requirements.
Consider SQL Server localization (non-Western European .

3 . Optional
language installs) on the Database Server.

4 Install the SQL Server software on the Database Server. Required
Create and configure the SQL Server Database on the .

5 Required
Database Server.

6 On the Application Server, ensure that the operating sys- Required
tem is configured to allow network DTC access. 9

7 On the Database Server, ensure that the operating sys- Required
tem is configured to allow network DTC access. 9
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Step Task Required/Optional

In the Data Source Manager application, specify the data
8 source that you want to use with Meridium APM applic- Required
ations.

Confidential and Proprietary Information of Meridium, Inc. * Page 178 of 459



Installing the Database Upgrade Manager Application

Installing the Database Upgrade Manager Applic-
ation

The Database Upgrade Manager application is installed automatically when you install
the Meridium APM Application Server.
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Installing Oracle Server Software

Note: You will need to complete this step only if you plan to use an Oracle Database
Server to host the Meridium APM schema.

The first step in setting up the Database Server for the Meridium APM schema is to
install the Oracle Server software on the Database Server machine. Instructions for
installing the Oracle Server software exceed the scope of this documentation. For
information on performing the installation, refer to the Oracle installation doc-
umentation that is specific to your database server platform. If you plan to create a data-
base via the Oracle Universal installer, you should review the section in this guide on
creating and configuring the Oracle Database before proceeding.
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Considering Oracle Server Globalization Software

The Oracle database must be created with a character set that supports all characters
and symbols used by the various Meridium APM Framework machines. The database
character set must meet all known language requirements. The character set determ-
ines which characters can be used in:

« The data stored in all SQL CHAR data types (CHAR, VARCHAR2, CLOB).
« The identifiers within the database (e.g., table and column names).

« The SQL and PL/SQL program source (including view definition, triggers, stored
procedures and packages).

The database character set must be specified when the database is created. When choos-
ing the database character set, identify all languages that must be supported (both
immediately and in the long-term), and then select the most efficient character set for

all the languages and symbols involved.

Note that because Unicode character sets attempt to support all languages of the world,
they may not be the most efficient character set for a particular language. For example,
AL32UTF8 is a varying width multi-byte Unicode character set that can support the Eng-
lish, French, and Spanish languages. For example, WESMSWIN1252 is a western
European fixed width eight-bit character set that can also support these languages and
do so more efficiently.

Note: If you are creating a Unicode database, use the character set AL32UTF8. This is
the most recent and recommended Unicode database character set.

Before you attempt to modify the database character set, you should review the fol-
lowing Technical Note on Oracle's support website: 225912.1.

Note: If you will connect to an Oracle database, you will need to perform certain steps

to configure the Application Server machine for globalization support. See the Oracle
checklist for more details.
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Creating and Configuring the Oracle Database

Creating the Oracle Database

After you have installed the Database Server software on the Database Server machine,
you will need to create an Oracle database that will contain the Meridium APM schema.
The creation of the Oracle database exceeds the scope of this documentation. For
details on creating an Oracle database, consult the Oracle documentation that is specific
to your database platform. Note, however, that selecting the database character set is
an important prerequisite to database creation.

Configuring the Oracle Database

After you have created the Oracle database, you will need to configure it. Details on con-
figuring the Oracle database exceed the scope of this documentation. For details on con-
figuring an Oracle database, consult the Oracle documentation that is specific to your
database platform. Note, however, that the Oracle database must meet the following
requirements:

« Oracle Text must be installed in the Oracle database. To determine if Oracle Text
is installed, you run the following command via SQL*Plus while connected to the
Oracle database as SYSTEM (or a user with comparable privileges):

SQL>select comp_name, status, substr(version,1,10) as version from dba_
registry where comp_id = "CONTEXT";

« Execute privileges on the CTX_DDL package are required. CTX_DDL is an Oracle-
supplied PL/SQL package that is needed to support Text indexes. The Meridium
supplied scripts to create roles and users will grant these privileges automatically.

« The following database parameter values are recommended and must persist
from one database startup to the next.

Database parameter value Notes

_ The dml_locks parameters should be set to a large
dm_locks=5000 value to avoid the possibility of waiting for a lock.

This is the minimum value that we recommend.
You can increase this value as necessary for your
database.

job_queue_processes=20
CEHint: The default value for Oracle 11 is 7000.

Therefore, if you are using Oracle 11, you may
not need to increase this value at all.
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Database parameter value Notes

open_cursors=500

parallel_max_servers=0

parallel_min_servers=0

processes=500

query_rewrite_enabled=true

timed_statistics=true

In Oracle 11.2: Memory_target=
4G

It is not uncommon for one Meridium APM user to
have multiple cursors open simultaneously. For
this reason, you should set this value accordingly.

The Meridium APM schema is not configured for
parallel query. Therefore, we recommend that you
disable this feature. Enabling parallel query when
the database and schema are not properly con-
figured can severely degrade you system's per-
formance.

The Meridium APM schema is not configured for
parallel query. Therefore, we recommend that you
disable this feature. Enabling parallel query when
the database and schema are not properly con-
figured can severely degrade you system's per-
formance.

None
None

Setting timed_statistics allows for minimum main-
tenance and enables reporting on internal wait
events, which can be used to reconfigure your
database.

None

Default values for database parameters that are not mentioned in the above list meet or
exceed recommendations for a Meridium APM database configuration. Meridium APM
recommends that the database be monitored so that changes can be made as neces-
sary to accommodate the needs of your specific installations. For more information on
these and other database parameters, consult your Oracle documentation.
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About Creating the Oracle Schema

To create the Oracle schema you will need to complete the following tasks in the fol-
lowing locations:

« Extract files from the release distribution package to the dedicated Application
Server machine.

« Create an Oracle Role and Schema in the Oracle database (on the Database
Server).

« Import the Oracle schema on the Database Server.
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Creating the Meridium APM Oracle Schema

The following instructions provide details on creating the Meridium APM Oracle schema.
After you have created the Oracle schema using these instructions, the schema will be
referred to as the Meridium APM database throughout the documentation.

To perform these steps you will need DBA privileges on the Database Server machine.
These instructions assume that:

« You are logged in your Database Server machine with DBA privileges and have a
connection to Oracle.

« You are familiar with running SQL scripts and the associated terminology.
« You are familiar with Oracle terminology and functionality.

To create a Meridium APM Oracle schema:

1. On the Meridium APM Application Server machine, insert the Meridium APM dis-
tribution package DVD, and navigate to the Database folder in the Meridium APM
Framework and Server Setup folder.

2. Open the file MI_DB_MASTER_3600000.zip, and extract the contents of the file
3600000.zip to a folder on the C: drive.

3. Open the folder 3600000.zip and extract the following files:

o CRT_MI_CONNECT_ROLE.sql
« CRT_MI_USER.sql
« MI_V3600000.dmp

4. In the folder to which you extracted the files, open the subfolder \\Setup\NewIn-
stall\Oracle.

This folder contains the extracted files that will need to be run by the database
administrator on the Database Server (via the remaining steps).

5. On the Database Server machine:

A. Locate and run the script CRT_MI_CONNECT_ROLE.sql. This script creates
the Meridium APM role (MI_CONNECT_ROLE), which contains several of the
Oracle privileges that are necessary to run the Meridium APM applications.
This script does not require any parameters. You will need to run this script
one time per database.

B. Locate and run the script CRT_MI_USER.sql. This script creates the Oracle
user and grants to the user the role MI_CONNECT_ROLE that you created in
the preceding step.

The schema is created.

For example, if you were to define the parameters as shown in the following
command:
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SQL> @CRT_MI_USER MERIDIUM_PROD MERIDIUM_PROD 1000M Meridium_
DATA

...it would automatically:

« Create a user called MERIDIUM_PROD.

« Set the user's password to MERIDIUM_PROD.

« Set the user's default tablespace to MERIDIUM_DATA.
« Grant 1GB of quota on the default tablespace.

Note: This example assumes that the MERIDIUM_DATA tablespace already
exists.

6. Import the Oracle schema you created in the preceding steps. To do so:

A. On the Database Server machine, import the Oracle schema by locating and
using the file MI_V3600000.dmp.

B. Set the session level NLS_LANG to <Language>_<Territory>.AL32UTF8 (to
avoid unnecessary data conversion).

C. Update the schema statistics.

The schema is imported. You should note and resolve any errors that appear in
the import log. We recommend that you save a copy of the Oracle import log for
future reference.
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Considering SQL Server Localization

Meridium APM supports using multiple languages in a SQL Server database only if the
following requirements are met:

« All the languages that you want to use (i.e., Windows locales) must be supported
by the same database collation.

« The collation cannot be a Unicode collation.
« The collation must be case insensitive.

« All client machines must use the same Windows Code Page, and the Code Pages
must be compatible with the designated database collation.

If these requirements cannot be met and you want to use multiple languages in your
database, Meridium APM must be installed with Oracle as the Database Server.

This documentation provides only brief information about localization with SQL Server
as it relates to Meridium APM. For more information about SQL Server localization,
including a list of Windows collation designators as they relate to Windows locales and
Code Pages, see the SQL Server Books Online, which can be installed with SQL Server.
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Installing the SQL Server Software

If you will connect to a SQL Server database, the first step is to install the SQL Server soft-
ware on the Database Server machine. This documentation assumes that your system
meets Database Server system requirements. The installation of the SQL Server soft-
ware exceeds the scope of this documentation. For information on performing the
installation, refer to the SQL Server documentation.

When you prepare to install SQL Server on the Database Server, you should consider the
following notes:

o Meridium APM requires mixed-mode authentication for SQL Server installations.
The documentation and scripts supplied by Meridium APM assume that the SQL
Server instance allows mixed-mode authentication.

« The SQL Server Full-Text component must be installed on the SQL Server Data-
base Server. To determine if the SQL Server Full-Text component is installed, you
can run the following command via a SQL Server Management Studio query win-
dow:

IF (SELECT FULLTEXTSERVICEPROPERTY (‘IsFulltextinstalled')) = 0 PRINT ‘Error: Full
Text component not installed'

« The SQL Server FullText Search service must be running on the Database Server.

« The Meridium APM database must be owned by the SQL Server login referenced in
the Meridium APM datasource. Being a member of the SQL Server db_owner role
is not sufficient. Meridium provides a script to properly configure the SQL Server
database for use with Meridium APM.

« The database supplied by Meridium APM (via a .BAK file) was created with the SQL
Server collation Latin1_General_CI_AS. This collation requires Windows Code
Page 1252.
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About Creating and Configuring the SQL Server
Database

After you have installed the SQL Server software on the Database Server machine, you
can create the Meridium APM database by restoring a database backup file that is
provided by Meridium, Inc. Specific instructions for creating the Meridium APM data-
base are not included in this documentation.

After you have created the database, you will need to configure it. To create and con-
figure the Meridium APM database, you must have access to:

« Microsoft SQL Server Management Studio.
« A privileged SQL Server account with sysadmin rights in the target instance.

« Two files from the Meridium APM Framework and Server Setup DVD that will be
extracted on the Meridium APM Application Server:

m MI_V3600000.bak, which is included in the Meridium_Database.zip file on
the Meridium APM Framework and Server Setup DVD.

-and-

» MI_SQL_DB_Configure.sql, which is installed on the Application Server
machine in the following folder: C:\Meridi-
umAPMDatabase\Setup\NewInstall\SQLServer.

These instructions assume that you are familiar with SQL Server Management Studio or
another 3rd party tool for running SQL scripts.

Click here for details on creating the Meridium APM SQL Server database.

Click here for details on configuring the Meridium APM SQL Server database.

Note: If you do not have sufficient privileges to restore or configure the database, ask
the person responsible for creating the database to create the database and complete
the configuration steps. That person will need a copy of these instructions, the .BAK
file, and a copy of the MI_SQL_DB_Configure.sql script.
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Creating the SQL Server Database

The following instructions provide details on locating the files that are needed for cre-
ating and configuring the SQL Server database. To create the database, you will restore a
backup file that is included in your Meridium APM distribution. Instructions on creating
the SQL Server database from scratch are not included in this documentation. This doc-
umentation assumes that you can restore the file provided using your company's stand-
ard process for restoring backup files.

The backup file that you need to restore is included in Meridium_Database.zip, which is
located on the Meridium APM Framework and Server Setup DVD in the \\Database
folder.

To obtain the file that you will restore to create the SQL Server database:

1. On the Application Server machine, insert the Meridium APM Framework and
Server Setup DVD, and navigate to the folder \\Database.

2. In the Database folder, open the file Meridium_Database.zip and extract its con-
tents to a local folder.

rIMPORTANT: The folder to which you extract the files must not contain any
spaces.

3. Inthe Windows explorer, in the folder to which you extracted the files, navigate to
the \\Setup\NewInstal\SQLServer folder and locate the file MI_V3600000.bak.

4. Place the BAK file in a location where it can be referenced by the SQL Server ser-
vice.

5. On the Database Server machine, restore the file MI_V3600000.bak to create the
SQL Server database.

After the Meridium APM database has been created, you will need to configure it
for use with the Meridium APM software.
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Configuring the SQL Server Database

The following instructions explain how to configure a SQL Server database for use by
Meridium APM. These instructions assume that the SQL Server database has already
been created by restoring a backup file using SQL Server Management Studio or another
3rd party tool.

These instructions provide details on configuring the Meridium APM SQL Server data-
base using the script MI_SQL_DB_Configure.sqgl, which is included in your Meridium
APM distribution package. This script ensures that the database will be properly con-
figured for use with Meridium APM.

When you run the script MI_SQL_DB_Configure.sql, the following database settings will
be configured automatically:

« The database will be set to read/write mode.
« The database will be configured to allow multiple users.
« Query notification will be enabled.

« The database compatibility level will be set to SQL Server 2008 R2 or SQL Server
2012, as appropriate.

« The database will be set to Full recovery mode.
« ASQL Server login will be created, and this login will own the database.

« The SQL Server database name, SQL Server login name, and password will all
match.

To configure the baseline Meridium APM SQL Server database:

1. On the Application Server machine, open a Windows explorer window, and nav-
igate to the folder C:\MeridiumAPMDatabase\Setup\NewInstall\SQLServer.

2. Open a SQL Server Management Studio query window that is connected via a priv-
ileged login.

3. Inthe \\SQLServer folder in the Windows explorer, open the file MI_SQL_DB_Con-
figure.sqgl, and copy its contents into the SQL Server Management Studio query
window.

4. Set the @dbname variable to the name of the SQL Server database that you cre-
ated using previous instructions.

5. Execute the edited script.

This code creates a SQL Server login that matches the database name and sets the
password to match the login name.

6. Use SQL Server Management Studio to modify the password as appropriate.

rIMPORTANT: These are the same login credentials that will be used when you
create the Meridium APM data source that will connect to this database.
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7. Create the custom server-level error messages, which are required by the
Meridium APM system. These error messages must be created at the instance
level. Creating them requires a privileged login assigned to either the System
Administrator (sysadmin) or Server Administrator (serveradmin) fixed server roles.
To create the Meridium APM error messages:

a. Make sure that you are connected to the Database Server with SQL Server
Management Studio as a System Administrator or Server Administrator user.

b. Execute the stored procedure MI_ERRORS_CRT_ALL_MSGS. This procedure
was supplied with the Meridium APM baseline database and can be
executed using the following command:

exec <databasename>..MI_ERRORS_CRT_ALL_MSGS

Where <databasename> is the name of the database you created in the pre-
ceding steps.
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Installing Oracle Data Access Components (ODAC)

The Oracle Data Access Components (ODAC) package is required on the Meridium APM
Application Server machine so that it can connect to the Oracle database on the Data-
base Server machine. The following ODAC software is required on the Application
Server:

« Oracle Data Provider for .NET (ODP.NET): A database connectivity layer for use
with .NET applications, like Meridium APM. You can use these instructions to
install both the required 32-bit and 64-bit versions.

« Oracle Services for Microsoft Transaction Server (MTS): An Oracle component
that the Meridium APM Application Server uses to manage database transactions.

To install ODAC:

1. In the Meridium APM Required 3rd Party Components distribution package, open
the folder \\Oracle\ODAC_12101.

2. Onyour machine, create the following folder: C:\Temp\ODAC_12101.

3. Copy the contents of the folder \\Oracle\ODAC_12101 to the folder C:\Tem-
p\ODAC_12101.

4. In the folder C:\Temp\ODAC_12101,right-click the file Install_ODAC.cmd, and
then click Run as Administrator.

A message appears, asking if you want to allow the Windows Command Process
to make changes to your computer.

5. Click the Yes button.
A windows command prompt window appears.
6. Press any key.

The 32-bitinstallation process begins, and the status of the installation process is
displayed in the command prompt window. After the installation process is com-
plete, messages appear in the command prompt window, indicating that the pro-
cess is complete and prompting you to press any key to continue.

7. Read the 32-bit Post Installation information, and complete any necessary steps,
as indicated in the command prompt window. For example, you may need to
change the NLS_LANG to a value that is compatible with the Database Server. If
you are asked to restart the machine, do not do so until after the 64-bit version is
installed.

Note: You can also read all the information via the files stored in the ODAC32_
12101 subfolder. For example, you may need to reference troubleshooting
information, if you encounter any issues.

8. Press any key.
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10.

The 64-bit installation process begins, and the status of the installation process is
displayed in the command prompt window. After the installation process is com-
plete, messages appear in the command prompt window, indicating that the pro-
cess is complete and prompting you to press any key to continue.

Read the 64-bit Post Installation information, and complete any necessary steps,
as indicated in the command prompt window. For example, you may need to
change the NLS_LANG to a value that is compatible with the Database Server.

Note: You can also read all the information via the files stored in the ODAC64_
12101 subfolder. For example, you may need to reference troubleshooting
information, if you encounter any issues.

Press any key to close the command prompt window.

At this point, you should refer back to the checklist.
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Configuring the TNS_ADMIN Environment Variable

If you will connect to an Oracle database or use the Oracle EBS eAM Interfaces module,
you will need to configure the file tnsnames.ora on the Application Server. You can do
so by specifying the connection to the Oracle database or the Oracle EBS eAM database.
After you install the Oracle Client software (ODAC) or the Oracle EBS eAM database soft-
ware, you may end up with multiple thsnames.ora files in multiple locations. All tns-
names.ora entries must be combined into a single tnsnames.ora file located in the
folder to which the TNS_ADMIN global environment variable is pointing. The TNS_
ADMIN global environment variable should have been created and defined when the
ODAC software was installed. You can determine if it was created or not using the fol-
lowing instructions. If it was not created, these instructions also provide details on cre-
ating it.

Note: In some cases, the TNS_ADMIN global environment variable may not be visible
until the machine is restarted.

To configure the TNS_ADMIN Environment variable:

1. On the Meridium APM Application Server machine, access the following location
via the Control Panel: Control Panel\System and Security\System.

The System window appears.
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2. On the menu to the left, click the Advanced system settings link.

The System Properties window appears, and the Advanced tab is displayed by
default.
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3. Click the Environment Variables button.

The Environment Variables window appears.
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4. In the System variables section, review the list of system-level variables, and
determine whether the variable TNS_ADMIN exists.

« Ifit does exist, take note of the folder path that is defined as the variable
value. These instructions will later ask you to navigate to this location.

« If it does not exist, create a new system variable with the following prop-
erties:

m Variable name: TNS_ADMIN
m Variable Value: C:\oracle

— Swstem variables

Yariable | Walue |:|

TEMP i indows| TEMP

THP i indows TEMP

THS_ADMIM CORACLE ]

JSERMAME SYSTEM j
Mew, ., Edit... Delete |

5. Click OK on the Environment Variables window.

The Environment Variables window closes.
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6. Click OK on the System Properties window.
The System Properties window closes.

7. Open a Windows explorer window, and navigate to the folder that is defined as
the variable value for the TNS_ADMIN environment variable. If you created the
TNS_ADMIN environment variable using these instructions, the folder path will be
C:\oracle. If the folder does not exist, create it.

8. Within this folder, create a file with the name tnsnames.ora, or copy an existing
tnsnames.ora file into this folder. At this point, you will need to configure an
Oracle Net Service Name, which specifies the connection to either the Oracle data-
base or the Oracle EBS eAM database.
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Configuring An Oracle Net Service Name

For Meridium APM to work properly with an Oracle database or with Oracle EBS eAM
Interfaces, you must create an Oracle Net Service Name that defines the connection
information to the Database Server or the Oracle EBS eAM database. To do so, you will
need to modify the tnsnames.ora file on the Meridium APM Application Server machine.

The Oracle Net Service that you create will be used later when you create a Meridium
APM Data Source or when you specify the URL to the Oracle EBS eAM database in CMMS
Interface records. Note that one Net Service Name must be created for each Oracle data-
base that you want use with Meridium APM.

Instructions for modifying the file thnsnames.ora exceed the scope of this doc-
umentation. For details on modifying this file, consult your Oracle documentation.
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Updating or Upgrading Application Server
Instances to 3.6.1.3.0

The following instructions provide details on updating or upgrading a Meridium APM
Application Server instance on a 64-bit Application Server machine. The Meridium APM
Application Server machine is part of the basic Meridium APM system architecture.

Update from any version V3.6.1.0.0 through v3.6.1.2.0

You can also use these instructions for applying 3.6.1.3.0 to the Sync Server with Oper-
ator Rounds and Web Framework machines if a supporting instance of the Meridium
APM Application Server is not installed on those machines.

Note: If you are prompted to install prerequisites, you should do so.
To upgrade an Application Server instance:

1. Restart the machine containing the Application Server instance that you want to
update.

2. On the same machine, open the 3.6.1.3.0 distribution package, and navigate to the
folder \\Setup\Meridium APM Server and Add-ons.

3. Double-click the file setup.exe.

A message appears, asking if you want to allow the installer to make changes to
your machine.

4. Click the Yes button.

The Meridium APM Server and Add-ons installer appears, displaying the Pre-
paring Setup screen. The Preparing Setup screen contains a progress bar that
indicates when the installer is ready to update components on your machine.
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Meridium APM Server and Add-ons - InstallShield Wizard M= EY |
Preparing Setup w

Please wait while the Installshield Wizard prepares the setup. l - -

Meridium APM Server and Add-ons Setup is preparing the InstallShield Wizard, which will guide
woul Ehrough the resk of the setup process, Please wait,

. |

[Fetalls hield

Zancel

After the progress bar reaches the end, a message appears, asking if you want to
upgrade your server.

5. Click the Yes button.

The Setup Status screen appears, displaying a progress bar that indicates the
status of the update process.
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Meridium APM Server and Add-ons - InstallShield Wizard
Setup Status

The InztallShield *Wizard iz repaiing Merdium APM Server and Add-ons

Ihztalling

C:%Program FileshM eridiurmChents100.0.0.0. 041 4. dll

I

[Fetalls hield

Cancel

After the progress bar reaches the end, the Maintenance Complete screen
appears.

Meridium APM Seryver and Add-ons - InstallShield Wizard |

Maintenance Complete

Inztallshield \Wizard has finished performing maintenance
operationz on Mendium APM Server and Add-ons.

¥ Launch &PM System Administration now.

< Back | Finizh I LCancel
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The screen contains a message, indicating that Meridium APM Server and Add-ons
has been updated successfully. You can also select to optionally launch the APM
System Administration tool when the installer window closes. By default, this
option is set to Yes.

Clear the Launch APM System Administrator now check box.
Click the Finish button.

The Meridium APM Server and Add-ons installer closes. At this point, you should
refer back to the checklist.

Upgrade from any version V3.5.0 and later

You can also use these instructions for applying 3.6.1.3.0 to the Sync Server with Oper-
ator Rounds and Web Framework machines if a supporting instance of the Meridium
APM Application Server is not installed on those machines.

Note: If you are prompted to install prerequisites, you should do so.

To upgrade an Application Server instance:

1.

Restart the machine containing the Application Server instance that you want to
upgrade.

On the same machine, open the 3.6.1.3.0 distribution package, and navigate to the
folder \\Setup\Meridium APM Server and Add-ons.

Double-click the file setup.exe.

A message appears, asking if you want to allow the installer to make changes to
your machine.

Click the Yes button.

The Meridium APM Server and Add-ons installer appears, displaying the Pre-
paring Setup screen. The Preparing Setup screen contains a progress bar that
indicates when the installer is ready to upgrade components on your machine.
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Meridium APM Server and Add-ons - InstallShield Wizard M= EY |
Preparing Setup w

Please wait while the Installshield Wizard prepares the setup. l - -

Meridium APM Server and Add-ons Setup is preparing the InstallShield Wizard, which will guide
woul Ehrough the resk of the setup process, Please wait,

. |

[Fetalls hield

Zancel

After the progress bar reaches the end, a message appears, asking if you want to
upgrade your server.

5. Click the Yes button.

The Setup Status screen appears, displaying a progress bar that indicates the
status of the upgrade process.
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Meridium APM Server and Add-ons - InstallShield Wizard
Setup Status

The InztallShield *Wizard iz repaiing Merdium APM Server and Add-ons

Ihztalling

C:%Program FileshM eridiurmChents100.0.0.0. 041 4. dll

I

[Fetalls hield

Cancel

After the progress bar reaches the end, the Maintenance Complete screen
appears.

Meridium APM Seryver and Add-ons - InstallShield Wizard |

Maintenance Complete

Inztallshield \Wizard has finished performing maintenance
operationz on Mendium APM Server and Add-ons.

¥ Launch &PM System Administration now.

< Back | Finizh I LCancel
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The screen contains a message, indicating that Meridium APM Server and Add-ons
has been upgraded successfully. You can also select to optionally launch the APM
System Administration tool when the installer window closes. By default, this
option is set to Yes.

6. Clear the Launch APM System Administrator now check box.
7. Click the Finish button.

The Meridium APM Server and Add-ons installer closes. At this point, you should
refer back to the checklist.

Upgrade from V3.4.5

These instructions assume that:

« Your system meets the hardware and software requirements for the Application
Server machine.

Note: If your system does meet certain software requirements, a message may
be displayed during the upgrade process that indicates the software require-
ment that is missing. Some software requirements, however, will be installed
automatically if they are missing. For more information, see the hardware and
software requirements for the basic Meridium APM system architecture.

« You have read and understand how to combine steps in the Application Server
installation process if you are upgrading other Meridium APM components on the
Application Server machine.

« You understand that the older version of the Meridium APM Application Server
and Add-Ons will be uninstalled automatically before the system is upgraded.

Note: IIS will be reset automatically by the installer before the old version of
Meridium APM is uninstalled and before the installation process begins.

To upgrade the Meridium APM Application Server and Add-ons:

1. On the APM Application Server machine, insert the Meridium APM distribution
DVD, and navigate to the folder General Release\Meridium APM Framework and
Server Setup\Setup\Meridium APM Server and Add-ons.

2. Double-click the file Setup.exe.

A message appears, asking if you want to allow the installer to make changes to
your machine.

3. Click the Yes button.
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The Meridium APM Server and Add-ons installer appears, displaying the Pre-
paring Setup screen. The Preparing Setup screen contains a progress bar that
indicates when the installer is ready to upgrade components on your machine.

Meridium APM Seryver and Add-ons - InstallShield Wizard

Prepanng Setup

Pleaze wait while the InztallShield \Wizard prepares the setup.

b eridiumn AP Server and Add-onz Setup iz preparning the [nstallShield Wizard, which will guide
youl through the rest of the setup process. Please wait.

-]

[rztallShield

Cancel

After the progress bar reaches the end, the Welcome screen appears.
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Meridium APM Seryver and Add-ons - InstallShield Wizard |

Welcome to the InstallShield Wizard for
Mendium APM Server and Add-ons

The InstallShield wizard will install kMenidium AP Server
and Add-onz on vour computer. To continue, click Mest.

< Back | Mext » I Cancel

4. Click the Next button.

A message appears indicating that an older version of Meridium APM has been
detected on the machine. This message also indicates that the older version will
be uninstalled automatically before the newer version is installed and asks if you
want to continue.

5. Click the Yes button.

The License Agreement screen appears.
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Meridium APM Server and Add-ons - InstallShield Wizard | x| |
License Agreement ‘@h
Pleaze read the following license agreement carefully. I -
EMD-USER LICEMSE AGREEMENT FOR MERIDIUKM SOFTWARE -

IMPORTANT - READ CAREFLLLY

Thiz pragram containg matenial that iz proprietan and confidential o Meridium, [me and iz
protected by coperight law and interational reaties. Usze of thiz program iz limited and
restricted by the terms of a licenze agreement with Mendium, Inc. Thiz program may not be
copied or diztributed except az specifically permitted in the licenze agreement. Any
unauthorized uze, reproduction or distibution of this program can result in severe civil or
criminal penalties and will be prosecuted to the maximum extent pozsible. vou may not

alter, remove of destroy any copyright notice or confidential, proprigtary, secret or other

zimilar legends placed on or with Merndium products, ll

™ | accept the terms of the icenze agreement Prirt |

* | do not accept the terms of the license agreement

[Fetalls hield

< Back | (= I Cancel |

6. Read the entire license agreement, and then select one of the following options:

« | accept the terms of the license agreement, if you agree to the terms of the
license agreement and want to continue. These instructions assume that you
want to continue.

« | do not accept the terms of the license agreement. This option is selected
by default. If you do not agree to the terms of the license agreement and do
not want to continue, click the Cancel button to exit the installer.

The Next button becomes enabled.
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Meridium APM Server and Add-ons - InstallShield Wizard | x| |
License Agreement ‘@m
Pleaze read the following license agreement carefully. l -
EMD-USER LICEMSE AGREEMENT FOR MERIDIUKM SOFTWARE -

IMPORTANT - READ CAREFLLLY

Thiz pragram containg matenial that iz proprietan and confidential o Meridium, [me and iz
protected by coperight law and interational reaties. Usze of thiz program iz limited and
restricted by the terms of a licenze agreement with Mendium, Inc. Thiz program may not be
copied or diztributed except az specifically permitted in the licenze agreement. Any
unauthorized uze, reproduction or distibution of this program can result in severe civil or
criminal penalties and will be prosecuted to the maximum extent pozsible. vou may not

alter, remove of destroy any copyright notice or confidential, proprigtary, secret or other

zimilar legends placed on or with Merndium products, ll

¥ | accept the terms of the icenze agreement Prirt |

| do not accept the terms of the license agreement

[Fetalls hield

< Back | Mest = I Cancel |

——— T

7. Click the Next button.

The Select Installation Location screen appears, prompting you to select the loc-
ation where the new version of the Meridium APM Server and Add-ons will be
installed after the older version is uninstalled. By default, the Meridium APM
Server and Add-ons software will be saved to the following folder: C\Program
Files\Meridium.
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Meridium APM Server and Add-ons - InstallShield Wizard | x| |

Select Installation Location -,

' 'W-'?‘r.lll.
G |nztall Mendium AP Server and Add-ons to;
C:4%Program FilesM endium Change... |

[Fetalls hield

< Back | Mest = I Cancel

8. If you are satisfied with the default location where the software will be installed,
click the Next button.

_or_

If you want to change the location where the software will be installed, click the
Change button, and navigate to the location where you want to install the
Meridium APM Server and Add-ons software. The folder path that you select will
be displayed in place of the default folder path. When you are satisfied with the
installation location, click the Next button.

The Select the features you want to install screen appears, and the Meridium
APM Application Server node is highlighted automatically in the tree.
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Meridium APM Server and Add-ons - InstallShield Wizard

Select the features you want to install i,

(SRM 4 eridivm AP Application Server -~ Description
[ Configuration banager Installs the APM Application
[ Meridium APM Adapter for S5RS Designe Egﬁ;&ﬁ:ﬂ these et
=1 er?d?um APM Adapter fu:ur S5 FEE Database L ﬁgrade Manager, .
=1 Meridium AP Sync Services with Operator Diata Source Manager,
~[_1Default Language (English) Schedule Manager, URL
-] Chinese(Simplified) Manager. Optionally installs
~[Dutch Configuration Manager, if

pre-reguizites are installed.
~[JFrench bl
1| | 3

20.93 MB of zpace required on the C drive
1641916 MEB of space available on the C drive
| mztallS hield

< Back | Mext » I Cancel

rIMPORTANT: The Select the features you want to install screen lets you specify which
features you want to install on the Application Server machine after the older version
is uninstalled. Theseinstructions assume that you want to deploy only Meridium APM
Application Server software. When the Meridium APM Application Server software is
installed, the Meridium APM System Administration Tool and the following APM
Framework applications are also installed automatically: APM Framework, Database
Upgrade Manager, Data Source Manager, Schedule Manager, and URL Manager. Cor-
responding options for these applications are not listed in the tree because these com-
ponents must be installed with the Meridium APM Application Server software. You
can optionally install the Configuration Manager and the APM Framework adapter,
Meridium APM Adapter for SSRS Designer.

9. In the tree, select the Meridium APM Application Server check box.

The subnodes are selected automatically.
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=R Fendium APM Application Server

- [w| Configuration Manager

—[w| M eridium APM Adapter for SRS Designe
-] Merndium APM Adapter for 55R5

=[] Meridium AP Sync Services with Operatar B
| Default Language [Englizh)

| Chinese[Simplified]

-] Duteh

- _|French i
4 | 3

10. If you want to install the Meridium APM Configuration Manager application on the

11.

APM Application Server machine, accept the default selection.
_Or.

If you do not want to install the Meridium APM Configuration Manager application
on the APM Application Server machine, clear the Configuration Manager check
box. Keep in mind that you can run this installer again and install the Con-
figuration Manager at a later time.

Note: The Configuration Manager application can be installed on the APM
Application Server machine only if the necessary prerequisites are installed on
that machine.

If you want to install the Meridium APM Adapter for SSRS Designer on the APM
Application Server machine (used by the Meridium APM Framework application
for reports), accept the default selection.

-0r-

If you do not want to install the Meridium APM Adapter for SSRS Designer on the
APM Application Server machine, clear the Meridium APM Adapter for SSRS
Designer check box. Keep in mind that you can run this installer again and install
the Configuration Manager at a later time.

rIMPORTANT: While additional options are available for selection in the tree on the
Select the features you want to install screen, these options are not meant to be
installed on the APM Application Server machine within the basic Meridium APM sys-
tem architecture, and these instructions are limited to installing the Meridium APM

Application Server and Add-ons software (with APM Framework applications). This
installer is also used to install the additional components on other machines.

12. Click the Next button.

Confidential and Proprietary Information of Meridium, Inc. * Page 214 of 459




Updating or Upgrading Application Server Instances to 3.6.1.3.0

A message appears, indicating that the installer is checking your machine for the
required prerequisites for the features that you want to install after the older ver-
sion is uninstalled.

« If one or more prerequisites are missing on the machine, the Meridium Installer
screen will appear and display a message that indicates which prerequisites still
need to be installed on the machine before you can install the feature that is
dependent on that prerequisite. This message also indicates what you can do to
continue.

If you see this screen, you should read the message in detail, and either click
the Back button to clear the selection whose prerequisites are missing, and
then continue through the installation without installing that component, or
close the installer, install the missing prerequisite, and then run the installer
again later.

« If all the prerequisites for the selected components are installed on the machine,
or you have selected components that do not require any prerequisites, the Select
ZIP File Location screen appears.

Meridium APM Server and Add-ons - InstallShield Wizard

Select ZIP File Location y N

Select the folder where the Z1P file will be inztalled.

Thig £IF file will be uged by the D atabase Comparigzon Utilite, Select the folder where thiz file
will be installed. The content of the file will be extracted automatically by the Databaze
Comparizon Utility to the zame location in which it was installed. The zize of the extracted file
content will vam depending upon your curment databaze verzsion and can be between J00MME

and 3GE.
D eshnation Falder
|V C:AMendiurmt Dbl pg Browsze. .. |
InstallShield

¢ Back I M et > I Cancel |

The Select ZIP File Location screen lets you specify the location where you want
the ZIP file of database content to be installed. This ZIP file is used by the Data-
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base Comparison Utility. By default, the ZIP file will be installed in the folder
C:\Meridium\DbUpg. You can, however, select a different location.

13. Read the information on this screen and note the estimated size of the extracted

files from this ZIP file. You should use this information to determine where you
want install the ZIP file.

14. If you want the ZIP file to be installed in the default location, accept the default set-

ting.

_Or-

If you want the ZIP file to be installed in a different location, click the Browse but-

ton, and navigate to the location where you want to ZIP file to be installed. The
selected file path will appear in the Destination Folder section in place of the
default file path.

15. Click the Next button.

The Websites screen appears.

Meridium APM™ Server and Add-ons - Installshield Wizard | x| |

Websites wh

Lizt of websites an thiz machine. I - -

Setup muzt create a wirtual director for Meridium, Select a webzite from the follawing lizt for
b ernidium's virtual directory.

Default 'web Site |

[ ratallShield

< Back et = | Cancel I

The Websites screen lets you specify where the installer will create a virtual dir-

ectory for Meridium APM. This website is configured in the IIS Manager on the

APM Application Server machine. The websites list contains all the websites that
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16.

17.

18.

are configured on the APM Application Server machine. The default website is
Default Web Site. Throughout this documentation, we assume that you have
chosen to install Meridium APM under theDefault Web Site.

In the list of websites, select the website where you want the installer to create a
virtual directory.

Click the Next button.

The Complete the Installation screen appears.

Meridium APM Server and Add-ons - InstallShield Wizard

Complete the Installation i,

Click the Install buttan to continue.

[f wou want ko review or change any of your installation settings, click the Back button,  Click
the Cancel button bo exit the wizard.

[FiztallS hield

< Back | [nztall I Cancel

The Complete the Installation screen contains a message, indicating that if you
want to modify any of the settings that you specified in the preceding screens in
the installer, you can use the Back button to do so, or if you do not want to com-
plete the upgrade process, you can click Cancel.

These instructions assume that you are ready to complete the upgrade process.
Click the Install button.

A message appears, indicating that the older version of Meridium APM is being
removed. After the older version is removed, the Setup Status screen appears,
which displays a progress bar that shows the progress of the Meridium APM
Server and Add-ons installation process.
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Meridium APM Server and Add-ons - InstallShield Wizard

Setup Status ‘

The InstallShield \Wizard iz instaling Meridium APM Server and Add-ons

[nztalling

C:hProgram Filezhk eridiumbS 15k anagement. chm

I

[rztallS hield

Cancel

After the progress bar reaches the end, a message appears, indicating that your
server is being configured. After your server is configured, the Installation is Com-
plete screen appears.
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19.

20.

Meridium APM Server and Add-ons - InstallShield Wizard |

Installation iz Complete

terdium AP Server and Add-ons have been installed
successfully. Click the Finizh button to close this window.

W Launch AP Systern Administration now.

< Back | Finizh I LCancel

This screen contains a message, indicating that Meridium APM Server and Add-
ons has been installed successfully. You can also select to optionally launch the
APM System Administration tool when the installer window closes. By default, this
option is set to Yes.

If you want the APM System Administration tool to be launched as soon as you
click the Finish button, accept the default selection and move on to the next step.

-0r-

If you do not want the APM System Administration tool to be launched at this
time, clear the Launch APM System Administration now check box.

Click the Finish button.

The Meridium APM Server and Add-ons installer closes. Additionally, if the
Launch APM System Administration now check box was selected, the APM Sys-
tem Administration window appears. At this point, you should refer back to the
checklist.
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About Upgrading Meridium APM Framework
Machines

Update from any version V3.6.1.0.0 through v3.6.1.2.0

You can update a Meridium APM Framework machine manually using the Meridium
APM Framework installer. When you do so, only the applications that are already
installed on that machine will be updated. More specifically, only the files that have
been updated for 3.6.1.3.0 will be replaced on the Meridium APM Framework machine.

Alternatively, you can update Meridium APM Framework workstations automatically.
This section of the documentation provides details on using the Meridium APM Frame-
work installer to update Meridium APM Framework machines manually.

Note: If the Meridium APM Framework machine was last updated using an applic-
ation update, you will also need to update it to 3.6.1.3.0 using an application update.

Upgrade from any version V3.5.0 and later

You can upgrade a Meridium APM Framework machine manually using the Meridium
APM Framework installer. When you do so, only the applications that are already
installed on that machine will be upgraded. More specifically, only the files that have
been updated for 3.6.1.3.0 will be replaced on the Meridium APM Framework machine.

Alternatively, you can upgrade Meridium APM Framework workstations automatically.
This section of the documentation provides details on using the Meridium APM Frame-
work installer to upgrade Meridium APM Framework machines manually.

Note: If the Meridium APM Framework machine was last upgraded using an applic-
ation update, you will also need to upgrade it to 3.6.1.3.0 using an application update.

Upgrade from V3.4.5

You can upgrade Meridium APM Framework machines manually using the Meridium
APM Framework installer. When you do so, the previous version of Meridium APM will
be uninstalled automatically and then the new version will be installed. Alternatively,
you can upgrade Meridium APM Framework workstations automatically. This section of
the documentation provides details on using the Meridium APM Framework installer to
upgrade Meridium APM Framework machines manually.

When you use the Meridium APM Framework installer, you can also install any of the
administrative applications during the upgrade process:
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» Configuration Manager

An administrative application that lets you define how you want data to be
stored in Meridium APM. Using the Configuration Manager, you can define
field properties, create entity families, set up relationships between families,
create views, create business rules, design datasheets, copy objects from
one database to another view, view the data directory, and generate the
tables that store data.

Data Source Manager

An administrative application that lets you define the data sources that will
be accessible in the Meridium APM applications. Using the Data Source Man-
ager, you can define connection information for data sources and define a
default data source for the Meridium APM applications.

Schedule Manager

An administrative application where you can view and manage all the sched-
ule items that exist in Meridium APM.

URL Manager

An administrative application that is used to register URLs and to manage
Associated Pages.

Meridium Adapter for SSRS Designer

Software that allows Meridium APM to work with SQL Server Reporting Ser-
vices.

VSTA for Strategy

Software that provides access to Strategy rules.

This installer will run on both 32-bit and 64-bit APM Framework machines. Before you
run the Meridium APM Framework installer, you should ensure that the machine meets
the hardware and software requirements.

The Meridium APM Framework installer provides two options for the applications that
you can install during an upgrade on an APM Framework machine:

« Install only the Meridium APM Framework application and no administrative
applications.

« Select which applications will be installed, including administrative applications.

Note: Beginning in V3.5.0, Crystal reports are not supported. As a result, when you
upgrade, Crystal 10 for Meridium will be uninstalled automatically.
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Updating or Upgrading Meridium APM Framework
Machines to 3.6.1.3.0

The following instructions provide details on updating or upgrading a Meridium APM
Framework machine. These instructions assume that the Meridium APM Framework
machine you want to update or upgrade contains at least the Meridium APM Framework
application. You can use these instructions to update or upgrade a Meridium APM
Framework machine that contains administrative applications in addition to the APM
Framework application.

Note: For the application update process to run successfully, the user who launches
the APM Framework application and triggers the automatic update must be logged in
as a Windows User with an Administrator account to the machine where the update

will be performed.

Update from any version V3.6.1.0.0 through v3.6.1.2.0
To update a Meridium APM Framework machine:

1. Restart the Meridium APM Framework machine that you want to update to
3.6.1.3.0.

2. On the same machine, open the 3.6.1.3.0 distribution package, and navigate to the
folder \\Setup\Meridium APM Framework.

3. Double-click the file setup.exe.

A message appears, asking if you want to allow the installer to make changes to
your machine.

Click the Yes button.

The Meridium APM Framework installer appears, displaying the Preparing Setup
screen, which contains a progress bar.
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Meridium AP Framework - InstallShield Wizard

Preparing Setup
Please wait while the InstallShield Wizard prepares the setup.

Meridium APM Framework Setup is preparing the InstallShield Wizard, which will guide you
through the rest of the setup process. Please wait,

[rztallS hield

Cancel

After the progress bar reaches the end, a message appears, asking if you want to
upgrade the APM Framework machine.

4. Click the Yes button.

The Setup Status screen appears, displaying a progress bar that indicates the
status of the update process.
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Meridium APM Framewark - InstallShield Wizard
Setup Status

The InstallShield \wizard is repairing Meridium APM Framework,

Imztalling

C:%Program FilessheridiumsClients100.0.0.0. 04 iboef. dl

[rztallS hield

Cancel

After the progress bar reaches the end, the Maintenance Complete screen
appears, displaying a message indicating that the update is complete.
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rderidiurn APk Framewark - Installzhield Wizard

Maintenance Complete

InztallShield Wizard haz finished performing maintenance
operationz on Merndium APM Framewark.

< Back Cancel

5. Click the Finish button.

The Meridium APM Framework installer closes. At this point, you should refer

back to the checklist.

Upgrade from any version V3.5.0 and later

To upgrade a Meridium APM Framework machine:

1.

Restart the Meridium APM Framework machine that you want to upgrade to
3.6.1.3.0.

On the same machine, open the 3.6.1.3.0 distribution package, and navigate to the
folder \\Setup\Meridium APM Framework.

Double-click the file setup.exe.

A message appears, asking if you want to allow the installer to make changes to
your machine.

Click the Yes button.

The Meridium APM Framework installer appears, displaying the Preparing Setup
screen, which contains a progress bar.
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Meridium AP Framework - InstallShield Wizard

Preparing Setup
Please wait while the InstallShield Wizard prepares the setup.

Meridium APM Framework Setup is preparing the InstallShield Wizard, which will guide you
through the rest of the setup process. Please wait,

[rztallS hield

Cancel

After the progress bar reaches the end, a message appears, asking if you want to
upgrade the APM Framework machine.

4. Click the Yes button.

The Setup Status screen appears, displaying a progress bar that indicates the
status of the upgrade process.
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Meridium APM Framewark - InstallShield Wizard
Setup Status

The InstallShield \wizard is repairing Meridium APM Framework,

Imztalling

C:%Program FilessheridiumsClients100.0.0.0. 04 iboef. dl

[rztallS hield

Cancel

After the progress bar reaches the end, the Maintenance Complete screen
appears, displaying a message indicating that the upgrade is complete.

Confidential and Proprietary Information of Meridium, Inc. * Page 227 of 459



Updating or Upgrading Meridium APM Framework Machinesto 3.6.1.3.0

rderidiurn APk Framewark - Installzhield Wizard

Maintenance Complete

InztallShield Wizard haz finished performing maintenance
operationz on Merndium APM Framewark.

< Back Cancel

5. Click the Finish button.

The Meridium APM Framework installer closes. At this point, you should refer
back to the checklist.

Upgrade from V3.4.5

The following instructions provide details on upgrading a Meridium APM Framework
machine manually, using the Meridium APM Framework installer. These instructions
assume:

« You understand that your older version of Meridium APM will be uninstalled auto-
matically before the new version is installed.

« That you want to install only the Meridium APM Framework application after the
older version is uninstalled.

« Your system meets the hardware and software requirements.
« The Meridium APM Application Server has already been upgraded.

Note: For the application update process to run successfully, the user who launches
the APM Framework application and triggers the automatic update must be logged in

Confidential and Proprietary Information of Meridium, Inc. » Page 228 of 459



Updating or Upgrading Meridium APM Framework Machinesto 3.6.1.3.0

as a Windows User with an Administrator account to the machine where the update
will be performed.

To manually upgrade the Meridium APM Framework application:

1.

On the APM Framework machine, insert the Meridium APM distribution DVD, and
navigate to the folder General Release\Meridium APM Framework and Server
Setup\Setup\Meridium APM Framework.

Double-click the file Setup.exe.

A message appears, asking if you want to allow the installer to make changes to
your machine.

Click the Yes button.

The Meridium APM Framework installer appears, displaying the Preparing Setup
screen, which contains a progress bar.

Meridiurm APM Framewark - InstallShield Wizard [ B |-
Preparing Setup ‘ )
Fleaze wait while the [nstallShield \Wizard prepares the setup. I‘*h

b eridiurm APk Framework, Setup iz preparing the InstallShield Wizard, which will guide pou
through the rest of the setup process. Please wait.

Cancel

After the progress bar reaches the end, the Welcome screen appears.
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Meridium APM Framewark - InstallShield Wizard =

Welcome to the InstallSheld Wizard for
Merndium APM Framework

The &PM Framework, application will be installed on thiz
maching. Tao continue, click the Next butkan.

< Back [ et = J[ Cancel

4. Click the Next button.

A message appears, indicating that an older version of Meridium APM is installed
on the machine and informs you that the older version will be uninstalled before
the new version is installed.

5. Click the Yes button.

The License Agreement screen appears.
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Meridium APM Framework - InstallShield Yizard [5m]
Licenze Agreement e i
Fleaze read the following icense agreement carefully.
EXD-TTSEE LICEMSE AGEEEMENT FOE. MEEIDITUM <

SOFTWARE

m

MPORTANT - BEEAD CAREFULLY

This program contams matenal that 15 proprietary and confidential to
Ilendum, Inc. and 15 protected by copynght law and mternational
treaties. se of this program iz limited and restricted by the terms of a _

) SRR VAR B P Y, RPN, UV RPPURPELI .2 PV VU UVR R T P

| accept the terms of the icense agreement | Frint |

@ | do not accept the termz of the licenze agreement

| < Back | M et > | Cancel |

6. Read the entire license agreement, and then select one of the following options:

« | accept the terms of the license agreement, if you agree to the terms of the
license agreement and want to continue. These instructions assume that you
want to continue.

. | do not accept the terms of the license agreement. This option is selected
by default. If you do not agree to the terms of the license agreement and do
not want to continue, click the Cancel button to exit the installer.

The Next button becomes enabled.
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Meridium APM Framewark - InstallShield Wizard =
Licenze Agreement - -
Fleaze read the following license agreement carefully. I -
EMD-TUZEE. LICEMNSE AGEEEMENT FOFE MEEIDIUI o

SOFTWARE

m

APOETANT - EEATD CAREFULLY

This program contains matenal that 15 proprietary and confidential to
Ieridum, Inc. and 1z protected by copyright law and mternational
treaties. se of this program 1s hmited and restricted by the terms of a _

3 ORI S S A Y, EPSPYUDS: DSUPIPR IPPSPULE . P, [P T M

@) | accept the terms of the licenze agreement | Frint |

| do niot accept the termg of the license agreement

| < Back |[ Mext > ]| Cancel |

S e Pt

7. Click the Next button.

The Setup Type screen appears, asking which setup you want to use: Custom or
Typical.
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hderidiurm APk Framewaork - InstallZhield Wizard
Setup Type

Select the setup tupe that best zuitz your needs.

Click the type of setup you prefer.

Costam Drescription
Installs the English versian of
AP Framework without
adminigtrative applications or
ather languages
|riztallS hield

[ < Back ][ Mext > ][ Cancel ]

CEHint: Select the options in the left pane to view a description of that option in
the Description section to the right.

8. Accept the default selection, Typical, and click the Next button.

The Application Server Name screen appears.
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Meridium APM Framewark - InstallShield Wizard =
Application Server Mame -

4

Fleaze enter the name of pour 4PM Application Server.

Server

| < Back |[ et = ]| Cancel |

9. In the Server text box, type the name of the machine that serves as the dedicated
Meridium APM Application Server.

10. Click the Next button.

The Setup Type screen appears, asking if you want to create a shortcut on your
desktop.

Confidential and Proprietary Information of Meridium, Inc. * Page 234 of 459



Updating or Upgrading Meridium APM Framework Machinesto 3.6.1.3.0

Meridium APM Framewark - InstallShield Wizard =

Setup Type i
Select the setup tupe that best zuitz your needs.

Do pou want to create Deskiop Shortouts?

@ Yex

Mo

| < Back |[ et = ]| Cancel |

By default, a shortcut will be created on the desktop of the APM Framework
machine. You can, however, choose not to create the shortcut.

11. If you want a shortcut to be created on the desktop when the Meridium APM
Framework application is installed, accept the default selection, Yes, and click the
Next button.

-0r-

If you do not want to a shortcut to be created on the desktop when the application
us installed, select No, and click the Next button.

The Complete the Installation screen appears.
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12.

Meridium APM Framework - InstallShield Wizard =
Complete the Inztallation .

[F oL want ta review or change any of your installation zettings, click the Back button. Click
the Cancel button to exit the wizard.

Click the Inztall button to continue,

| < Back |[ Irigtall ]| Cancel |

This screen contains a message indicating that you can change your settings on
any of the previous screens by clicking the Back button, or you can close the
installer by clicking the Cancel button. If you cancel the upgrade, however, all your
settings will be lost. These instructions assume that you want to complete the
upgrade process now.

Click the Install button.

A message appears, indicating that the older version of Meridium APM Framework
applications are being uninstalled. After the older version is uninstalled, the Setup
Status screen appears, displaying a progress bar that indicates the status of the
installation process.
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Meridium APM Framewark - InstallShield Wizard [5m]

Setup Status ‘

The InztallShield \Wizard iz installing Mendium APM Framework,

Inztalling

C:%Program Files'M erdiumhChents0.0.0.0. 0\ nterop. craxdrt. dil

Cancel

After the progress bar reaches the end, the InstallShield Wizard Complete screen
appears.
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kAeridiurm APk Framewaork - Installzhield Wizard

InstallShield Wizard Complete

The Ingtalls hield Wizard haz succesziully installed Mendium
AP Framework. Click Finigh bo exit the wizard.

< Back Cancel

13. Click the Finish button.

The Meridium APM Framework installer closes. Additionally, if you indicated that a
shortcut should be installed with the Meridium APM Framework application, the
icon will appear on the desktop. At this point, you should refer back to the check-
list.
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Upgrading the Meridium APM Framework and
Select Administrative Applications From V3.4.5 to
3.6.1.3.0

The following instructions provide details on upgrading a Meridium APM Framework
machine manually, using the Meridium APM Framework installer. These instructions
assume:

You understand that your older version of Meridium APM will be uninstalled auto-
matically before the new version is installed.

That you want to install the Meridium APM Framework application and admin-
istrative applications after the older version is uninstalled.

Your system meets the hardware and software requirements.
The Meridium APM Application Server has already been upgraded.

Note: For the application update process to run successfully, the user who launches
the APM Framework application and triggers the automatic update must be logged in
as a Windows User with an Administrator account to the machine where the update
will be performed.

To manually upgrade a Meridium APM Framework application containing the
Meridium APM Framework and administrative applications:

1.

On the APM Framework machine, insert the Meridium APM distribution DVD, and
navigate to the folder General Release\Meridium APM Framework and Server
Setup\Setup\Meridium APM Framework.

Double-click the file Setup.exe.

A message appears, asking if you want to allow the installer to make changes to
your machine.

Click the Yes button.

The Meridium APM Framework installer appears, displaying the Preparing Setup
screen.
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-

Meridiurm APM Framework - InstallShield Wiizard | B (S|
Preparing Setup '

Fleaze wait while the [nstallShield \Wizard prepares the setup.

M eridium AP Framework Setup is preparing the InstallShield *wizard, which will guide you
thraugh the rest af the setup process. Please wait,

[nztallS hield

Cancel

After the progress bar reaches the end, the Welcome screen appears.

Meridiurm APM Frarmewark - InstallShield Wizard

Welcome to the InstallShield Wizard for
Mendium APM Framework

The APK Framewark. application will be installed an this
machine. To continue, click the Mexst buttan.

< Back [ Mewut » _][ Cancel
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4. Click the Next button.

A message appears, indicating that an older version of Meridium APM is installed
on the machine and informs you that the older version will be uninstalled before
the new version is installed.

5. Click the Yes button.

The License Agreement screen appears.

Meridiurm APM Framework - InstallShield Wizard ==
Licenze Agreement o i
Fleaze read the following license agreement carefully,
EMND-TTZEE LICEMNSE AGEEEMENT FOFE. MEEIDIUM &

SOFTWARE

m

MPOETANT - EEAD CAEREFULLY

This program contams matenal that 15 proprietary and confidential to
Merdum, Inc. and i3 protected by copyrght law and mternational
treaties. TJse of this program iz imited and restricted by the terms of a _

e e e e WAL T TTHLIL ol [P T F

| accept the terms of the license agreement | Frint |

@ | do not accept the termz of the licenze agreement

| < Back | et > | Cancel |

6. Read the entire license agreement, and then select one of the following options:

« | accept the terms of the license agreement, if you agree to the terms of the
license agreement and want to continue. These instructions assume that you
want to continue.

. | do not accept the terms of the license agreement. This option is selected
by default. If you do not agree to the terms of the license agreement and do
not want to continue, click the Cancelbutton to exit the installer.

The Next button becomes enabled.
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Meridium APM Framewark - InstallShield Wizard =
Licenze Agreement - -
Fleaze read the following license agreement carefully. I -
EMD-TUZEE. LICEMNSE AGEEEMENT FOFE MEEIDIUI o

SOFTWARE

m

APOETANT - EEATD CAREFULLY

This program contains matenal that 15 proprietary and confidential to
Ieridum, Inc. and 1z protected by copyright law and mternational
treaties. se of this program 1s hmited and restricted by the terms of a _

3 ORI S S A Y, EPSPYUDS: DSUPIPR IPPSPULE . P, [P T M

@) | accept the terms of the licenze agreement | Frint |

| do niot accept the termg of the license agreement

| < Back |[ Mext > ]| Cancel |

CEHint: If you want to print the license agreement, click the Print button.

7. Click the Next button.

The Setup Type screen appears, asking which setup you want to use: Custom or
Typical.
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Meridium APM Framewark - InstallShield Wizard [5m]
Setup Type

Select the setup tupe that best zuitz your needs.

Click the type of setup you prefer.

Costam Drescription
Installs the English versian of
AP Framework without
adminigtrative applications or
ather languages
|riztallS hield

[ < Back ][ Mext > ][ Cancel ]

CEHint: Select the options in the left pane to view a description of that option in
the Description section to the right.

8. Select the Custom option, and then click the Next button.

The Select Installation Location screen appears.
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Meridium APM Framewark - InstallShield Wizard =

Select Installation Location i

G [nztall Merndium APM Framewark, tar:

C:\Program Filez\Meridium Change. ..

| < Back |[ et = ]| Cancel |

By default, the Meridium APM applications will be installed in the C:\Program
Files\Meridium folder after the older version is uninstalled. You can, however, spe-
cify a different location for the files.

9. If you are satisfied with the installation location, click the Next button.
_Or_

If you want to specify a different file path, click the Change button, and navigate to
the location where you want the applications to be installed. The file path that you
select will appear in place of the default file path. When you are satisfied with the
file path, click the Next button.

The Select the features you want to install screen appears.
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Meridium APM Framewark - InstallShield Wizard =

Select the features you want to install ﬂ
0
4"

e APM Frammewoark. Description
=[] Administrative Tools Installz the M eridium APk
Framework. application.

32354 MB af zpace required an the C drive
BI60.39 ME of zpace available an the C drive

[ < Back ][ et = ][ Cancel

The APM Framework node is selected by default.
10. Select the Administrative Tools check box.

The subnodes are selected.

i W] Canfiguration M anager

i [wl D ata Source Manager
Schedule Manager

[ dapter far S5RS Desigres
UBL Manager

L WIWSTA For Shrategy

11. Clear the check boxes to the left of the administrative applications that you do not
want to install.

_Or_

If you do want to install all the administrative applications, accept the default set-
tings.

12. Click the Next button.
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The installer checks your machine for the required prerequisites for the features
that you want to install after the older version is uninstalled.

« If one or more prerequisites are missing on the machine, the Meridium Installer
screen will appear and display a message that indicates which prerequisites still
need to be installed on the machine before you can install the feature that is
dependent on that prerequisite. This message also indicates what you can do to
continue.

If you see this screen, you should read the message in detail, and either click
the Back button to clear the selection whose prerequisites are missing, and
then continue through the installation without installing that component, or
close the installer, install the missing prerequisite, and then run the installer
again later.

« If all the prerequisites are found on your machine, the Application Server Name
screen appears.

Meridium &PM Framewark - InstallShield Wizard ==
Application Server Hame -,

Fleaze enter the name of your APM Application Server.

Server

| ¢ Back |[ Mext » ]| Cancel |

13. In the Server text box, type the name of the machine that serves as the dedicated
Meridium APM Application Server.

14. Click the Next button.

The Setup Type screen appears, asking if you want to create shortcuts on your
desktop.
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Meridium APM Framewark - InstallShield Wizard =
-5
Setup Type i
Select the setup tupe that best zuitz your needs. | -

Do pou want to create Deskiop Shortouts?

@ Tex

Mo

| < Back |[ et = ]| Cancel |

By default, shortcuts will be created on the desktop of the APM Framework
machine: one for each application that you install. You can, however, choose not
to create the shortcuts.

15. If you want shortcuts to be created on the desktop when the applications are
installed, accept the default selection, Yes, and click the Next button.

-0r-

If you do not want shortcuts to be created on the desktop when the applications
are installed, select No, and click the Next button.

The Complete the Installation screen appears.
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16.

Meridium APM Framework - InstallShield Wizard =
Complete the Inztallation .

[F oL want ta review or change any of your installation zettings, click the Back button. Click
the Cancel button to exit the wizard.

Click the Inztall button to continue,

| < Back |[ Irigtall ]| Cancel |

This screen contains a message indicating that you can change your settings on
any of the previous screens by clicking the Back button, or you can close the
installer by clicking the Cancel button. If you cancel the upgrade, however, all your
settings will be lost. These instructions assume that you want to complete the
upgrade process now.

Click the Install button.

A message appears, indicating that the older version of Meridium APM is being
removed. After the older version is removed, the Setup Status screen appears, dis-
playing a progress bar that indicates the status of the installation process.
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Meridiurn APM Frarnework - InstallShield Wizard
Setup Status .

The InztallShield \Wizard iz installing Mendium APM Framework,

Inztalling

C:%Program Files'M erdiumChents0.0.0.0. 0% agicLibran. dll

[miztallS hield

Cancel

After the progress bar reaches the end, a message appears, indicating that the
ADOMD.Net is being configured. After ADOMD.Net is configured, the InstallShield
Wizard Complete screen appears.

hderidiurm APk Framewaork - InstallZhield Wizard

InztallShield Wizard Complete

The InstallShield Wizard has succezsfully installed benidium
APM Framework. Click Finish to exit the wizard.

< Back Cancel
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17. Click the Finish button.

The Meridium APM Framework installer closes. Additionally, if you indicated that
shortcuts should be installed with the corresponding application(s), those icons
will appear on the desktop. At this point, you should refer back to the checklist.
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Upgrading the Meridium APM Adapter for SSRS

The following instructions assume that you were using the 64-bit Meridium APM
Adapter for SSRS in your previous version. If you were using the 32-bit Meridium APM
Adapter for SSRS, you will need to uninstall the older 32-bit version and install the new
64-bit version on a 64-bit SQL Server Report Server.

Upgrade from any version V3.5.0 and later
To upgrade Adapter for SSRS:

1. On the SQL Server Report Server machine, insert the Meridium APM distribution
DVD, and navigate to the folder General Release\Meridium APM Framework and
Server Setup\Setup\Meridium APM Server and Add-ons.

2. Double-click the file Setup.exe.

A message appears, asking if you want to allow the installer to make changes to
your machine.

3. Click the Yes button.

The Meridium APM Server and Add-ons installer appears, displaying the Pre-
paring Setup screen. The Preparing Setup screen contains a progress bar that
indicates when the installer is ready to upgrade components on your machine.

Meridium APM Seryver and Add-ons - InstallShield Wizard =] |
Prepanng Setup ‘ '
Pleaze wait while the InztallShield \Wizard prepares the setup. I {'M

b eridiumn AP Server and Add-onz Setup iz preparning the [nstallShield Wizard, which will guide
youl through the rest of the setup process. Please wait.

-]

[rztallShield

Cancel
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After the progress bar reaches the end, a message appears, asking if you want to
upgrade your server.

4. Click the Yes button.

The Setup Status screen appears, displaying a progress bar that indicates the
status of the upgrade process.

Meridium APM Server and Add-ons - InstallShield Wizard

Setup Status w*

The InzstallShield \Wizard iz inztaling Meridium AP Serser and Add-ons

Inztalling

C:AProgram Filezhk eridium® 5158 anagement. chm

I

|mztallShield

Cancel

After the progress bar reaches the end, a message appears, indicating that your

server is being configured. After your server is configured, the Maintenance Com-
plete screen appears.
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Meridium APM Server and Add-ons - InstallShield Wizard |

Maintenance Complete

Inztallshield \wizard hasz finizshed performing maintenance
operations on Mendium APM Sereer and Add-ons.

W Launch AP Systern Administration now.

< Back | Finizh I LCancel

This screen contains a message, indicating that Meridium APM Server and Add-
ons has been upgraded successfully. You can also select to optionally launch the
APM System Administration tool when the installer window closes. By default, this
option is set to Yes.

5. If you want the APM System Administration tool to be launched as soon as you
click the Finish button, accept the default selection and move on to the next step.

-0r-

If you do not want the APM System Administration tool to be launched at this
time, clear the Launch APM System Administration now check box.

6. Click the Finish button.

The Meridium APM Server and Add-ons installer closes. Additionally, if the
Launch APM System Administration now check box was selected, the APM Sys-
tem Administration window appears. At this point, you should refer back to the
checklist.

Upgrade from V3.4.5
To upgrade the Meridium APM Adapter for SSRS:
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1.

On the SQL Server Report Server machine, insert the Meridium APM distribution
DVD, and navigate to the folder General Release\Meridium APM Framework and
Server Setup\Setup\Meridium APM Server and Add-ons.

Double-click the file Setup.exe.

A message appears, asking if you want to allow the installer to make changes to
your machine.

Click the Yes button.

The Meridium APM Server and Add-ons installer appears, displaying the Pre-
paring Setup screen, which contains a progress bar.

Meridium APM Server and Add-ons - InstallShield Wizard M =] B |

Preparing Setup _
Fleaze wait while the [nstallShield \Wizard prepares the setup. I ’

Meridium AP Server and Add-ons Setup iz preparning the InstallShield ‘wizard, which will guide
yaoul through the rest of the setup process. Pleaze wait.

-]

[rztallEhield

Cancel

After the progress bar reaches the end, the Welcome screen appears.
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Meridium APM Seryver and Add-ons - InstallShield Wizard |

Welcome to the InstallShield Wizard for
Mendium APM Server and Add-ons

The InstallShield wizard will install kMenidium AP Server
and Add-onz on vour computer. To continue, click Mest.

< Back | Mext » I Cancel

4. Click the Next button.

A message appears indicating that an older version of Meridium APM has been
detected on the machine. This message also indicates that the older version will
be uninstalled automatically before the newer version is installed and asks if you
want to continue.

5. Click the Yes button.

The License Agreement screen appears.
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Meridium APM Server and Add-ons - InstallShield Wizard | x| |
License Agreement ‘@h
Pleaze read the following license agreement carefully. I -
EMD-USER LICEMSE AGREEMENT FOR MERIDIUKM SOFTWARE -

IMPORTANT - READ CAREFLLLY

Thiz pragram containg matenial that iz proprietan and confidential o Meridium, [me and iz
protected by coperight law and interational reaties. Usze of thiz program iz limited and
restricted by the terms of a licenze agreement with Mendium, Inc. Thiz program may not be
copied or diztributed except az specifically permitted in the licenze agreement. Any
unauthorized uze, reproduction or distibution of this program can result in severe civil or
criminal penalties and will be prosecuted to the maximum extent pozsible. vou may not

alter, remove of destroy any copyright notice or confidential, proprigtary, secret or other

zimilar legends placed on or with Merndium products, ll

™ | accept the terms of the icenze agreement Prirt |

* | do not accept the terms of the license agreement

[Fetalls hield

< Back | (= I Cancel |

6. Read the entire license agreement, and then select one of the following options:

« | accept the terms of the license agreement, if you agree to the terms of the
license agreement and want to continue. These instructions assume that you
want to continue.

« | do not accept the terms of the license agreement. This option is selected
by default. If you do not agree to the terms of the license agreement and do
not want to continue, click the Cancel button to exit the installer.

The Next button becomes enabled.
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Meridium APM Server and Add-ons - InstallShield Wizard | x| |
License Agreement ‘@m
Pleaze read the following license agreement carefully. l -
EMD-USER LICEMSE AGREEMENT FOR MERIDIUKM SOFTWARE -

IMPORTANT - READ CAREFLLLY

Thiz pragram containg matenial that iz proprietan and confidential o Meridium, [me and iz
protected by coperight law and interational reaties. Usze of thiz program iz limited and
restricted by the terms of a licenze agreement with Mendium, Inc. Thiz program may not be
copied or diztributed except az specifically permitted in the licenze agreement. Any
unauthorized uze, reproduction or distibution of this program can result in severe civil or
criminal penalties and will be prosecuted to the maximum extent pozsible. vou may not

alter, remove of destroy any copyright notice or confidential, proprigtary, secret or other

zimilar legends placed on or with Merndium products, ll

¥ | accept the terms of the icenze agreement Prirt |

| do not accept the terms of the license agreement

[Fetalls hield

< Back | Mest = I Cancel |

——— T

7. Click the Next button.

The Select Installation Location screen appears, prompting you to select the loc-
ation where the new version of the Meridium APM Server and Add-ons will be
installed after the older version is uninstalled. By default, the Meridium APM
Server and Add-ons software will be saved to the following folder: C\Program
Files\Meridium.
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Meridium APM Server and Add-ons - InstallShield Wizard | x| |

Select Installation Location -,

' 'W-'?‘r.lll.
G |nztall Mendium AP Server and Add-ons to;
C:4%Program FilesM endium Change... |

[Fetalls hield

< Back | Mest = I Cancel

8. If you are satisfied with the default location where the software will be installed,
click the Next button.

_or_

If you want to change the location where the software will be installed, click the
Change button, and navigate to the location where you want to install the soft-
ware. The folder path that you select will be displayed in place of the default folder
path. When you are satisfied with the installation location, click the Next button.

The Select the features you want to install screen appears, and the Meridium
APM Application Server node is highlighted automatically in the tree.
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Meridium APM Server and Add-ons - InstallShield Wizard
Select the features you want to install W

=EM i eridium AP Application Server -~ Description
[ Configuration banager Installs the APM Application
[ Meridium APM Adapter for S5RS Designe Eg;:;;ﬁ::t ;h;ﬂpﬁmcgfgﬁnewmk
- Mer!d!um AP Adapter fu:ur SSHS Database Lpgrade Manager, .
=] Meidium &Pk Syne Services with Dperator Diata Source anager,
~[_1Default Language (English) Schedule Manager, URL
-] Chinese(Simplified) kanager. Optionally installz

~[Dutch Configuration Manager, if

pre-reguizites are installed.
~[JFrench bl
1| | 3

20.93 MB of zpace required on the C drive
1641916 MEB of space available on the C drive
| mztallS hield

< Back | Mext » I Cancel

rIMPORTANT: The Select the features you want to install screen lets you specify which
features you want to install on the SQL Server Report Server machine after the older
version is uninstalled. These instructions assume that you want to deploy only
Meridium APM Adapter for SSRS software. When the Meridium APM Application Server
software is installed, the Meridium APM System Administration Tool is also installed
automatically.

9. Inthe tree, select the Meridium APM Adapter for SSRS check box.
10. Click the Next button.

The Choose Destination Location screen appears.
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11.

Meridium APM Server and Add-ons - InstallShield Wizard | x| |

N

Choose Destination Location -,

Select falder where zetup will inztall files.

Browse to the folder containing the rareportzerver.config that you want to modify.

leghMicrozoft SHL ServerthdSRS10 B0MSSHLSERVER\Reporting Services\Reports ervert

Browse... |

[Fetalls hield

< Back | Mest = I Cancel

You can use this screen to specify where the rsreportserver.config file exists. By
default, the installer assumes that the file exists in the following location: c:\Pro-
gram Files\Microsoft SQL Server\MSRS10_50.MSSQLSERVER\Reporting Ser-
vices\ReportServer\.

If you are satisfied with the default location, click the Next button.
_Or.

If the file exists in a location other than the default location, click the

Browse button, and navigate to the appropriate location. The file path that you
select will appear in the text box in place of the default file path. When you are fin-
ished, click the Next button.

The Complete the Installation screen appears, indicating that you can use the
Back button to modify the settings. In addition, if you do not want to complete the
upgrade at this time, you can click the Cancel button to close the installer. If you
do so, however, all your settings will be lost. These instructions assume that you
want to complete the upgrade process.

12. Click the Install button.
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A message appears, indicating that the older version of Meridium APM is being
removed. After the older version is removed, the Setup Status screen appears,
which displays a progress bar that shows the progress of the Meridium APM
Server and Add-ons installation process.

Meridium APM Server and Add-ons - InstallShield Wizard

Setup Status w*

The InzstallShield *izard iz installing Meridium APM Server and Add-ons

Inztalling

:4%Program Fileshh eridiumtS15 M anagement. chm

I

[retallShield

Cancel

After the progress bar reaches the end, a message appears, indicating that your
server is being configured. After your server is configured, the Installation is Com-
plete screen appears.
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Meridium APM Server and Add-ons - InstallShield Wizard |

Installation iz Complete

terdium AP Server and Add-ons have been installed
successfully. Click the Finizh button to close this window.

W Launch AP Systern Administration now.

< Back | Finizh I LCancel

This screen contains a message, indicating that the software has been upgraded
successfully. You can also select to optionally launch the APM System Admin-
istration tool when the installer window closes. By default, this option is set to Yes.

13. If you want the APM System Administration tool to be launched as soon as you
click the Finish button, accept the default selection and move on to the next step.

_Or.

If you do not want the APM System Administration tool to be launched at this
time, clear the Launch APM System Administration now check box.

14. Click the Finish button.

The Meridium APM Server and Add-ons installer closes. Additionally, if the
Launch APM System Administration now check box was selected, the APM Sys-
tem Administration window appears.

15. Restart the IIS Service. The web service for the Report Server runs under IIS. After
you install the Meridium APM Adapter for SSRS on the Report Server, you should
restart the IIS Service to apply the changes that were made on the Report Server.

At this point, you should refer back to the checklist.
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How Can | Tell What Version is Currently Installed?

Before you upgrade a Meridium APM machine, you may want to determine first if that
machine has been upgraded already. To do so, you can check to see which version is cur-
rently installed on that machine.

You can determine the version that is currently installed using the following methods:

« Login to the Meridium APM Framework or Configuration Manager application
and view the About Meridium APM dialog box. Using this method, you can also
view the licenses that are currently active in the Meridium APM database.

« In the Control Panel on that machine, in the list of installed programs, select the
Meridium APM item. The product version will be displayed below the list of pro-
grams. This section of the Help assumes that you are familiar with your operating
system and therefore does not provide instructions for accessing the control
panel for this purpose.

The following sections provide details on determining which version of Meridium APM is
currently installed on a Meridium APM machine the Meridium APM applications.

To view the product version and license status information via the About Meridium
APM dialog box:

1. Login to the Meridium APM Framework application or the Configuration Manager
application.

2. On the Help menu, click About Meridium APM.
The About Meridium APM dialog box appears.
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-
@ About Meridium APM

Unauthorized reproduction or distribution of this program, or any portion of it, may resultin severe

.
L L
[ I ®
||
I Database Type: SQL Server VEI'Slon 3-6-0
Build 234
Data Source Mame: W360_TEST_QA_20140104_SQL Copyright © 1293-2014 Meridium, Tnc.
Login ID: bl All rights reserved.
i http:/fwvew.meridium.com
License Version Last Update Date Status =
] [ 4 AMS Analytics 3.6.0.0000 04-01-2014 21:06:49 ACTIVE ‘E
ASI for SAP 3.6.0.0000 04-01-2014 21:06:49 ACTIVE —
I ASM and ASI 3.6.0.0000 04-01-2014 21:06:49 ACTIVE
Asset Answers 3.6.0,0000 04-01-2014 21:06:49
|| Asset Strategy Optimization 3.6.0,0000 04-01-2014 21:06:43 ACTIVE
Calibration Management 3.6.0,0000 04-01-2014 21:06:49 ACTIVE
1 Criticality Calculator 3.6.0.0000 04-01-2014 21:06:49
Generation Management 3.6.0,0000 04-01-2014 21:06:43 ACTIVE ~
1| 1 3
‘Warning: This computer program is protected by copyright law and international treaties. | K

civil and criminal penalties, and will be prosecuted to the maximum extent possible under law. ‘

System Info...

The grid on the About Meridium APM dialog box displays a list of available Meridium
APM licenses. For each item in the list, the following columns of information are dis-
played:

License: The name of the license. Multiple products may appear as a single entry

if the products are licensed together (e.g., ASM and ASI).

Version: The current version of the database content associated with the license.

Last Update Date: The date the database content was last upgraded.

Status: An indication of whether the license is active or not. The text ACTIVE indic-
ates that the license is active. No text indicates that the license is inactive.
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Merging Configuration Files After an Upgrade or an
Update

For any baseline configuration files that Meridium, Inc. has changed between your cur-
rent version and the release version that you are applying, you must merge the changes
in the updated baseline files with your existing, customized configuration files. Click
here for more information about configuration files and server upgrades.

To merge configuration files:

1. For each configuration file that was changed in any version later than your current
version, navigate to the file location and open the .config file. This is your cus-
tomized, pre-upgrade configuration file.

2. In the same folder, open the corresponding .config.merbak file. This is the
updated baseline file.

3. Reconcile the differences in these files. The Meridium APM system will use only
the settings stored in files with the .config file extension.

CEHint: You can use WinMerge, which is installed automatically on the Meridium
APM Application Server, to facilitate this process.

4. Save and close both files.
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About Automatic Upgrades

After you have upgraded the Meridium APM Application Server and Add-ons software on
the dedicated Application Server machine(s), you will need to upgrade the Meridium
APM Framework applications on the APM Framework machines that are pointing to the
Application Server machine(s). Rather than upgrading each Meridium APM Framework
machine manually, by running the Meridium APM Framework installer, you can upgrade
them automatically through an application update. An application update will syn-
chronize the APM Framework machine with the release that is installed on the Applic-
ation Server machine by updating DLL files on the APM Framework machine.

In addition, after an upgrade is complete, if the Meridium APM Framework application
files become out of sync with the application files on the Meridium APM Application
Server, the application update process will run automatically when you launch a
Meridium APM Framework application.

When an application update process runs, a message will appear, indicating that an
application update is running and displaying a progress bar. When the progress bar
reaches the end, an additional message appears, indicating that an application update
has been completed, and you will need to click OK to close the message. At that point,

the Meridium APM Login dialog box will appear, where you can log in to the applic-
ation.

For example, the following image shows what you will see while an application update
process is running.

@ Application Update @

Downloading...

Note: For the application update process to run successfully, the user who launches
the APM Framework application and triggers the automatic update must be logged

inas a Windows User with an Administrator account to the machine where the update
will be performed.
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Running the ALT_MI_USER Script

The ALT_MI_USER script must be run by a Database Administrator on the Database
Server machine before you upgrade your database. This script is provided in your
Meridium APM distribution package.

The following instructions provide guidance on obtaining the ALT_MI_USER script. The
method you use to access your Database Server is up to you. These instructions assume
that you are either a Database Administrator or an administrative user who will provide
the script to the Database Administrator.

To run the ALT_MI_USER script:

1. In the Meridium APM distribution package, locate the file ALT_MI_USER.sql. This
file is stored in the following location: \\Meridium APM Framework and Server
Setup\Database\MI_DB_MASTER_<database version>.zip\<Database Ver-
sion>.ZIP\_Setup\Newlnstall\Oracle, where <database version> is your target
database version (i.e., the version to which you are upgrading). For example, if you
are upgrading to V3.5.1, the database version folder names are 3510000.zip.

2. Run the script ALT_MI_USER.sqgl on the Database Server machine.

CEHint: Instructions on running this script are provided within the script file (i.e.,
in the header).

At this point, you can refer back to the upgrade checklist.
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Terms Used in this Documentation

The following table lists the common terms that are used throughout the database
upgrade documentation and their definitions.

Term Definition Examples
Database con- [tems that exist in the Meridium APM database Queries
tent and are displayed in some form via the Meridium _ .
APM interface. There are two versions of database = Entity families
content that exist in your database at a given
time:
« Baseline content: The database content that
matches the baseline Meridium APM database.
With the exception of rules and Catalog items,
you cannot view baseline content in the
Meridium APM interface. This content is stored
in a separate location from the corresponding
public version of that content.
« Public content: The database content that you
interact with in the Meridium APM interface.
This content may be the same as the baseline
content or it may be the baseline content plus
your customizations.
Customized Baseline database content to which you have Added a field to
database con- made changes in your database. a baseline data-
tent sheet.
Modified an
Entity family
description.
Baseline data-  The database content as it is developed and Query in the
base content delivered to you by Meridium, Inc. in the baseline  Baseline Cata-
Meridium APM database. log folder
Equipment fam-
ily
Custom content Database content that exists only in your data- New query
base and not in the baseline Meridium APM data- .
base. !\lew En'qty fam-
ily and fields
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Term

Pre-upgrade
public version

Pre-upgrade
baseline ver-
sion

Content pro-
tection

Definition

In the context of the upgrade process, pre-
upgrade public version refers to the public ver-
sion of the database content that exists in your
database (prior to upgrading it to the later ver-
sion).

In the context of the upgrade process, pre-
upgrade baseline version refers to the baseline
version of the database content that exists in your
database (prior to upgrading it to the later ver-
sion).

The process by which the custom changes that
you apply to baseline database content are pre-
served during the database upgrade process.

Note that after you apply changes to baseline data-
base content, the database content is considered
customized database content.

Examples

Query in the
Public Catalog
folder

Datasheet

(customized or
not)

Query in the
Baseline Cata-
log folder.

Datasheet with
no cus-
tomizations

Added field to a
baseline data-
sheet in your
pre-upgrade
database also
appears in your
upgraded data-
base.
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About Upgrading Your Database

To upgrade your Meridium APM database, you will use the Meridium APM Database
Upgrade Manager application, which works like a builder to guide you step-by-step
through the database upgrade process.

During the database upgrade process, the Meridium APM Database Upgrade Manager
will:

1. Replace all the baseline database content in your database with the updated
baseline Meridium APM database content.

2. Compare your public database content to the baseline Meridium APM database
content and then:

« Retain any database content that you have customized in your database (i.e.,
protect it).

« Replace any database content that you have not customized in your data-
base with the updated baseline database content.

3. Record every event in the database upgrade log and display a status on the inter-
face.

4. Report errors as they occur.
5. Compile the new database when the upgrade is complete.
6. Display a confirmation message when the database upgrade process is complete.

This process can take some time to complete, and the progress of this process will be
displayed while it is running. When it is finished, a message will appear, indicating that it
is finished and displaying a summary of the upgrade process, including the number of
failures that occurred during the upgrade process.

Before you upgrade your database...

The table in this section of the help lists the prerequisite tasks that must be completed
before you initiate the database upgrade process. These instructions assume that your
Application Server and Database Server machines meet the Meridium APM hardware
and software requirements. While you can use the Database Upgrade Manager to
upgrade a database from V3.4.0 SP3 or later to your target version, details on upgrading
from a starting version that is earlier than V3.4.5 are not provided in this doc-
umentation. For more information on upgrading your database from a version earlier
than V3.4.5, contact Meridium, Inc.

rIMPORTANT: If your starting database version is earlier than V3.4.0 SP3, you must
obtain the V3.4.5 distribution package from Meridium, Inc. and upgrade your database
to V3.4.5 using the Database Upgrade Manager application available with that version.
After your database is upgraded to V3.4.5, you can use the upgrade instructions avail-
able in this documentation to upgrade your database to the target version. For
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example, if your database is currently on V3.3.3, and your target version is V3.6.0.0.0,
you will need to upgrade your V3.3.3 database to V3.4.5 using the V3.4.5 distribution
package, and then upgrade the V3.4.5 database to V3.6.0 using the V3.6.0.0.0 dis-

tribution package.

1

Step

Task

Upgrade the Meridium APM Applic-
ation Server software (on the ded-
icated Application Server) to the
version that corresponds to your
target database version.

-and-

Complete any necessary pre-
upgrade tasks (as indicated in the
upgrade checklist), if any.

Read and understand how your cus-
tomizations will be protected dur-
ing the upgrade process.

Create a backup of your database.

Notes

For example, if you are upgrading your
system to V3.6.0.0.0, you should
upgrade your dedicated Application
Server to V3.6.0.0.0 before attempting to
upgrade your database to the V3.6.0.0.0
database version. Doing so ensures that
your machine contains the latest data-
base content file, which is a compressed
folder containing the content of the
baseline Meridium APM database for the
target database version.

You will need to understand how your
content is protected to determine what,
if any, content you should export from
your pre-upgrade database before ini-
tiating the database upgrade process.

You should always back up the database
before beginning any upgrade process.
If any problems occur during the
upgrade, the database can then be
restored to its original state from the
backup copy.
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Step  Task

4 rIMPORTANT: If your starting

database version is V3.5.1
through V3.6.0.6.0 and you are
planning to use Oracle Server
12.1.0.2 or higher, you must com-
plete the following steps prior to

upgrading:

a. Make a copy of your pro-
duction database.

b. Drop the PL/SQL package MI_
DBUMS_MAIN from the copy
of your production database
using the following com-
mand: SQL>drop package
MI_DBUMS_ MAIN;

c. Export the modified database
copy.

d. Import the database copy
into Oracle Server 12.1.0.2 or
higher.

5 Perform the upgrade in a test envir-
onment, using a backup copy of
your database.

Notes

None

We recommend that you perform the
upgrade in a test environment so that
you can assess any issues that you may
encounter and correct them before you
upgrade your database in a production
environment.

Note: Before you upgrade your data-
base in a production environment, all
the issues that were discovered during
the test upgrade(s) must be resolved.
Otherwise, your database could end
up in an unstable state.
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How Customized Database Content is Protected

The content in your database is stored much like Catalog items in the Meridium APM
Catalog: there is a baseline version and a public version of each item. The public version
can be customized and is the version used by the product, while the baseline version
cannot be customized. Unlike Catalog items, where you can view both the baseline and
public version, you cannot view the baseline version of most other database content
types via the Meridium APM interface. The baseline version of your database content is
used, however, during the database upgrade process.

During the database upgrade process, the Meridium APM system will compare each
pre-upgrade baseline item in your database with the corresponding pre-upgrade public
item in your database to determine whether you have customized a given item. Based
on the outcome of that comparison, the database upgrade process will either replace or
protect that item. With some exceptions, all your database content will be protected
based upon the following criteria:

« If the pre-upgrade public version of an item is different from the pre-upgrade
baseline version of that item, the Meridium APM system:

= Will not overwrite your public version of that item with the new baseline ver-
sion of the item.

-but-
m Will overwrite the baseline version of that item in your database.
In this way, your customizations will be maintained in the upgraded database.

« If the pre-upgrade public version of an item matches the pre-upgrade baseline ver-
sion, both the pre-upgrade public version and the pre-upgrade baseline version of
that item will be overwritten with the new baseline version of the item.

« If only a public version of an item exists, it indicates that the item is custom con-
tent, and that content is not overwritten.

In other words, your baseline version of database content is always overwritten with the
updated item that is delivered in the new baseline Meridium APM database.

In some cases, the Meridium APM system does not overwrite your public version of an
item (i.e., your customized content). This means that to take advantage of the changes
that Meridium, Inc. has made to a given item, you will need to apply those changes to
that item manually. For example, if Meridium, Inc. adds a field to a datasheet that you
have already customized, after you upgrade your database, you will need to manually
add that field to your customized datasheet. To determine which items have been pro-
tected in your database and which baseline Meridium APM changes you want to apply to
your customized database content, you will need to consult the Meridium APM Data-
base Comparison Tool and the Meridium APM Release notes for your target version.

Illustration of content protection
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Consider a scenario where Datasheet A exists in the baseline Meridium APM database
and you want to upgrade your database in which Datasheet A has been customized (e.g.,
you added a new field). The following diagram illustrates what the two databases would
contain in this case, where the squares represent the unchanged baseline datasheet and
the hexagon indicates the same baseline datasheet with your customizations.

New Baseline Meridium Your Pre-Upgrade Meridium
APM Database APM Database

Public Content Public Content

Datasheet

Datasheet A
A

Baseline Content Baseline Content

Datasheet A Datasheet A

Note: As indicated by this illustration, in the baseline Meridium APM database, the
public and baseline versions of an item are always identical.

When this database is upgraded to the new database version, only the baseline version
of Datasheet A will be replaced in your database, as illustrated in the following diagram.
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New Baseline Meridium Your Upgraded Meridium
APM Database APM Database

Public Content Public Content

Datasheet A 4 Datazheet

Baseline Content Baseline Content

Datasheet A Datasheet A

In this way, all your custom changes are retained. Likewise, however, your database will
not contain the baseline changes that Meridium, Inc. delivers in a given release. For this
reason, you will want to determine which database items will be retained in your data-
base so that you can determine which baseline changes your database will not contain
after you upgrade. With that information, you can determine whether you want to:

« Continue to use your database content as is, without Meridium, Inc.'s changes
-Or.

« Apply Meridium, Inc.'s changes manually to your already customized database con-
tent.
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Protected Database Content

The following table lists the types of content that exist in your database and indicates
whether customizations to an existing baseline item of that type will be protected dur-
ing the database upgrade process.

For items where your customizations will not be protected during an upgrade, to main-
tain your customizations, you will need to export your customized items from your pre-
upgrade database using the Import/Export tool, and then import them into the
upgraded database. Alternatively, you can customize the items again, manually, in the
upgraded database.

For some attributes of families and family fields, Meridium, Inc. may make a change in
the baseline database that will be applied to your database, regardless of whether you
have customized that item or not. In these cases, the affected content will not be pro-
tected. Meridium, Inc. will, however, communicate such changes via the release notes
for that version (i.e., in the content changes section). For example, if a family caption
changes in the baseline database, your database should contain this change. Therefore,
if you have made changes to the same family's caption, your customization will be over-
written. You can, however, obtain the baseline content after you upgrade your database.

Baseline Database

>
Content Type Protected?  Notes

Family attributes (Entity and Relationship)

Associated Pages Yes Associated Pages are considered one database
item per family. This means that if you cus-
tomize one Associated Page (of many), the data-
base upgrade process will consider alfthe
Associated Pages for that family as customized.

Family description Yes None
Family captions Yes None
ID Template Yes None
Family help text Yes None
Datasheets Yes A single datasheet is considered one database

item. This means that if you customize any
attribute of a datasheet, the database upgrade
process will consider the entire datasheet as
customized.

Field attributes
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Baseline Database

5
Content Type Protected”

» Caption Yes
» Description
« Help text

« Override parent
flag

. ID flag
« UTC

Catalog Items

Metric Views No
Queries Yes
Reports Yes
Graphs Yes

Security Groups
Security Group caption Yes
Security Group ID Yes

Security Group descrip- Yes
tion

Security Group priv- No
ileges

Records and links between records

Notes

The UTC property will be protected based on
whether records exist for the family to which
the field belongs. If records exist in a family,
the field property will be protected. In other
words, if Meridium, Inc. sets the UTC property
in a baseline field to True, and you already
have records in the family to which that field
belongs, you will not receive the updated prop-
erty setting automatically.

Baseline Metric Views are always overwritten
with the updated baseline Metric View.

None
None

None

None
None

None

Baseline Security Group privileges are always
overwritten with the updated baseline Security
Group privileges.
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Baseline Database

Notes

2
Content Type Protected?
Records Yes (with
some

exceptions)

After baseline records for a given family exist
in your database, the records in that family will
never be overwritten or updated during the
database upgrade process, even if you have
not customized them in any way. This means
that if Meridium, Inc. delivers updates to the
existing baseline records or adds additional
baseline records in a given family, you will not
receive those changes by default. If this occurs,
you can choose to perform an additional step
to manually obtain the new records or revert
your existing records to baseline.

There are, however, several families whose
records are not protected in this way. The fol-
lowing baseline families are considered recur-
ring exceptions to the rule that all records and
links are protected. This means that the data-
base upgrade process will overwrite the
baseline records in these families. In other
words, all the baseline records in the following
families will always be overwritten in your data-
base with the updated baseline records:

« Analysis Services Cube

o CMMS System

« Device

« Device Data Presentation

« Device Mapping

« Device Mapping Family

« Device Mapping Field

« Pipe Properties

« Security Group

« Calibration Template Defaults

This means that if you have customized any
baseline record in one of the families in the
preceding list, because all the baseline records
are overwritten, your changes will be over-
written.
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Baseline Database Protected? Notes

Content Type

Links between records  Yes When the records are protected, the rela-
tionships that link the records together are
also maintained with that record.

Groups of records and  Yes A group of records and links that make up a

links that make up a single entity is treated as one entity for the pur-

single entity (e.g., poses of the database upgrade process and

Baseline Risk Matrix) content protection. After such an entity exists

in your database, it will never be overwritten or
updated during the database upgrade process,
even if you have not customized the records
and links in any way.

State Configuration

State Configuration No Baseline State Configuration Roles are always

Roles overwritten with the updated baseline State
Configuration Roles.

State Configuration Yes None

Role Description

State Configuration Yes None

Role Caption

State Role Security Yes None

Group assignments

Strategy Rules and Yes None

Strategies

Other content

System Codes and Sys-  Yes None

tem Code Tables

Preferences Yes None

UOMs and UOM Con-  Yes None

version Sets

Scheduled Items Yes None
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Baseline Database

5
Content Type Protected” Notes

Rules Library projects  Yes The Rules Library projects in the Meridium
folder are always replaced, like the Baseline
Catalog folder. The baseline Rules Library pro-
jects that exist in the Client folder, however,
are never overwritten, even if you have not cus-
tomized them. This means that if Meridium,
Inc. delivers updates to the existing baseline
Rule Library projects in the Client folder, you
will not receive those changes by default.

Confidential and Proprietary Information of Meridium, Inc. * Page 280 of 459




How Do | Determine What Will be Replaced and What Will be Protected?

How Do | Determine What Will be Replaced and
What Will be Protected?

In general, you can assume that all the custom changes you have made to your data-
base content will be retained in your upgraded database. In addition, you can assume
that for any custom change that is protected in your database, your database will not
contain any baseline changes that Meridium, Inc. delivers for that item in a given
release. In other words, if Meridium, Inc. delivers updated changes to the baseline ver-
sion of an item that you have customized in your database, you will not receive those
changes because your custom changes will take precedent over the baseline changes. As
a result, you should evaluate each baseline change that is delivered to determine if you
want to apply those changes to your database content.

Note: In a given release, there may be exceptions to the content protection criteria.
These exceptions will be communicated via the Meridium APM Release Notes for that
version. For example, if Meridium, Inc. changes a baseline field caption, it is possible
that Meridium, Inc. can choose to forcibly replace that field caption in your database,
even if you have customized that field caption already. Keep in mind that these cases
are exceptions.

You can use the Database Comparison Tool (in pre-upgrade mode) to determine which
content will be protected in your database. The output of this tool indicates:

« The baseline Meridium APM database content that has been updated in the target
version (i.e., content that includes new baseline changes from Meridium, Inc.).

-and-

« Among the content that has been updated in the baseline Meridium APM data-
base, which ones you have customized in your pre-upgrade database.

Using a combination of the results from the Database Comparison Tool and your under-
standing of the content protection criteria, you can predict which baseline database con-
tent changes will not be available in your upgraded database. For example, consider the
following scenario in which the Database Comparison Tool indicates that the baseline
query Available Recommendations has been updated in the baseline Meridium APM
database for your target version and that you have customized the Available Recom-
mendations query in your pre-upgrade database.

Itemn Mame ws Jtem Path w  Type v Baseline Changes  Custom Changes
|-"~'-'a lable Recommendations Public\Mendium\ModulesRec Query [ [ ]

In this case, you can assume that your upgraded database will contain:

« Your public version of the Available Recommendations query with all your cus-
tomizations (in the Public Catalog folder).

« The updated baseline Available Recommendations query only in the Baseline
folder.
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Before you upgrade your database, you can use the Database Comparison Tool to view
the specific differences between the Available Recommendations query in the baseline
Meridium APM Database for the target version with the same baseline query as it exis-
ted in the source version. For example, you could see that Meridium, Inc. has added the
Asset Description column to the baseline query. At this point, you can decide whether or
not you want to either manually apply that change to your custom query after you
upgrade or manually replace your public query with the baseline query in the Baseline

folder.
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About Obtaining Baseline Content After an
Upgrade

After you have upgraded your database, due to the way in which your content was pro-
tected, you might want to obtain Meridium, Inc.'s baseline content that was not impor-
ted into your database automatically. The following scenarios may warrant obtaining
baseline content:

A. You have customized database content for which Meridium, Inc. has delivered
baseline changes. Therefore, your content was protected, and your database does
not contain the baseline changes.

B. Baseline records have been added or updated for an existing family in your data-
base. Therefore, your content was protected, and your database does not contain
the new baseline records or baseline changes to existing records.

With the exception of rules and Catalog items, you cannot view the baseline version of
database content. This means that you will need to use the Import/Export Metadata tool
in the Configuration Manager application to obtain the updated baseline version of any
other content type.

This documentation does not provide details on reverting the content types for which
the Import/Export Metadata tool is not needed to overwrite a public version of a content
item with the baseline version (i.e., Catalog items and rules). These instructions assume
that you are familiar with the Meridium APM applications and can determine how to
revert these content types on your own.

After you have determined which baseline database items you want in your database
instead of your public item, you will need to:

1. Locate the baseline version of the items that were delivered within the com-
pressed database content file and then unzipped during the database upgrade pro-
cess. This file is installed automatically in the following location when you upgrade
the Meridium APM Application Server: <root>\Meridi-
um\DbUpg\Versions\<database version>, where <root> is the root drive and loc-
ation in which the compressed database content file was installed, and <database
version> is the upgraded database version. For example, if you accept the default
installation location for the V3.5.1 release, the folder path would be C:\Meridi-
um\DbUpg\Versions\3510000.

2. Import the baseline database content item using the Import/Export Metadata tool.

The following table provides the information that you will need to locate baseline data-
base content within the compressed database content file so that you can import it into
your database. This table lists only those content types that must be obtained using the
Import/Export Metadata tool. For all of these items, you can use the All or Some option
to import all or only some of the items of that type.
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Item Type

Associated Pages
Datasheets

Records and links between
records

Rule Library projects

System Codes

Units of Measure

File Location (<root>\Meridi-
um\DbUpg\Versions\<version>)

\\20_IEU\50_Other\1_AssociatedPages
\\20_IEU\20_Families
\\20_|IEU\50_Other\2_RecordsLinks

\\20_IEU\30_Rules\1_LibraryProject

Note: The Client Rule Library project file names
are appended with client.

\\20_IEU\10_Prerequisites\1_SystemCodes
\\20_IEU\10_Prerequisites\1_UOMs
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About the Database Upgrade Manager

Note: To use the Database Upgrade Manager application, you must be logged in as a
Windows user with an Administrator account to the machine where Database Upgrade
Manager is installed.

The Meridium APM Database Upgrade Manager is installed automatically when you
install the Meridium APM Application Server software. The interface works like a builder,
whose screens are dependent upon one another and appear in succession. You can use
this application to initiate and then monitor the database upgrade process as it runs.

Specifically, the Meridium APM Database Upgrade Manager consists of the following
screens:

Connection Information

The Connection Information screen is the first screen in the Meridium APM Database
Upgrade Manager. This screen contains one section, Database Server Connection
Information, and several buttons. You can use these items to enter the connection
information for the database that you want to upgrade, so that the Meridium APM sys-
tem can access your database, and then check to make sure that the Meridium APM sys-
tem can successfully connect to the database using the connection information that you
provided. The following image shows an example of what the Connection Information
screen looks like when it is first accessed.
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i Meridium APM Database Upgrade Manager M=l E

Connection Information

— Database Server Connection Information

Type

| =l
User Mame

|

|
|
|

Password

Alias

Database Server

Database Mame

Path to Database Upgrade content
Co\Meridium\DbUpg

Check Setup Exit Help

Readiness Check

The Readiness Check screen is the second screen in the Database Upgrade Manager,
which appears after you click the Check Setup button on the Connection Information
screen. The Readiness Check screen contains one section, Database Upgrade Read-
iness Check, in which the Meridium APM system will indicate whether you can proceed
with upgrading your database. After the Meridium APM system indicates that you can
proceed with upgrading your database, you can navigate to the final screen in the Data-
base Upgrade Manager, where you can initiate and track the database upgrade process.
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i Meridium APM Database Upgrade Manager M=] E3

Readiness Check

—Database Upgrade Readiness Check

Current Database Version 3500000

Target Database Version 3510000

Connection Test

¥  Good
Application Server Version
PP ¥ 3510000
Location of Database Upgrade Files
ra ¥ Good

You are now ready to upgrade vour Meridium APM database. Click "MNext’ to
begin the upgrade process.

Summary

The Summary screen is the final screen in the Database Upgrade Manager. From this
screen, you can initiate and monitor the database upgrade process, including viewing
the details of each individual process. When you first access the Summary screen, it con-
tains only the Summary Information section and several buttons (as shown in the fol-
lowing image).
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{4 Meridium APM Database Upgrade Manager

~Summary Information

Upgrading Meridium Database from: 3500000 to 3510000 Trace level: I Less Info v|
Connection Information: Meridium_Database@DEVDB2\SQL2008 (Database=Meridium_Database)
File Path: C:\Meridium\DbUpg\MI_DB_Master_3510000.ZIP

Continue |

[ Ignore Failed Events

Access Upgrade Logs | Exit | Help |

After you initiate the database upgrade process, the interface will change and display
additional elements (as shown in the following image).
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Susmanary Information

Upgradng Mendium Detsbsse from: 3500000 to 3510000 Trace beve Il.m:- Infu -I
Connection Inf: o i _ B, DEVDAZ\SOLI008 (Datab il | bace) ol Faad Fraat
File Psth: CoyMerndium\DbUpg\MI_DB_Master 3510000.Z1F v .

Step 4 of 4 - Pracessang: 3%

& Upgrade Delails

Advanced Detals  Detal Key Status Version Database Item Name

Events | 1 Success
Events | 2 Sucecess
Events I 3 Success

Events I 13 Success
Events | 14 Supoess
Events | 15 Success

3500100
3500100
3500100
3500100
3500100
3500100
3500100
3500100
3500100
3500100
3500100
3500100
3500100
3500100
3500100
3500100

C:\Meridium\Dblpg Wersions\3500100110_PrelEU\010_TOGGLE_INTEGRITY_CHECKS.MS.5QL
C:\Mendium\Dblpg\Versions\3500100\10_PrelEUN020_UPG_CONTENT_TBLS.MS.SQL

C:\Meridium\Dbpg Wersions\3500100110_PrelEU\021_UPD_CONTENT_TBLS.GEN.SQL
C:\Meridium\Dblipg\Wersions\3500100110_PrelEU\145_INS_MI_EXCLUDE_COLUMNS.MS.50L
C:\Meridium\DbUpg\Versions\3500100\10_PrelEU\049_DRP_VIEWS_CONTENT_PROTECTION.MS.SQLLINK
C:\Mendium\DbUpq'Versions\3500100110_PrelEU050_CRT_VW_MI_DATASHEETS.GEN.SQL.LINK
C:\Meridium\DbUpg\Wersions\3500100110_PrelEU\0S0_CRT_VW_MI_HYPERLINKS.GEN.SQL.LINK
C:\Mendium\DbUpg\Versions\3500100\10_PrelEUN0S0_CRT_VW_MI_PREFERENCES.GEN.SQL.LINK
C:\Mendivm\DbUpg\Versions\3500100110_PrelEU0S0_CRT_VW_MI_PRIVILEGES.GEN.SQL.LINK
C:\Meridium\Dblpg\Wersions\3500100\10_PrelEU\0S0_CRT_VW_MI_SM_STATE_MACHINES.GEN.SQL.LINK
C:\Meridium\DbUpg!Versions\3500100\10_PrelEU'050_CRT_VW_MI_SYCD_TABLES.GEN.SQL.LINK
C:\Mendium\Dblpg\Wersions\3500100\10_PrelEUN0S0_CRT_VW_MI_UNITS_OF_MEASURE.GEN.SQL.LINK
C:\Meridium\DbUpg Wersions\3500100110_PrelEU\080_CRT_PKG_MI_SM.MS.5QL
C:\Meridium\DbUpgVersions\3500100\10_PrelEU081_CLEANUP_STATE_MACHINES.MS.SQL
€:\Meridium\DbUpg!Versions\3500100110_PrelEU\110_CAT_TBLS_DBUMS.MS.50L

C:\Meridium\DbUpg!Versions\3500100\10_PrelEU\120_CRT_PKG_MI_DBUMS_UTIL.MS.SQL
|

it
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Accessing the Database Upgrade Manager

These instructions assume that your dedicated Meridium APM Application Server
already contains the version of the Meridium APM software that corresponds to the data-
base version to which you want to upgrade your database.

To access the Database Upgrade Manager application:

1. On the dedicated Meridium APM Application Server machine, on the Start menu,
expand the Meridium APM Applications folder.

2. Click the Database Upgrade Manager option.

The Meridium APM Database Upgrade Manager application appears, displaying
the Connection Information screen.

& Meridium APM Database Upgrade Manager

Connection Information

— Database Server Connection Information

Type

| =l
User Name

|

|
|
|

Password

Alias

Database Server

Database Mame

Path to Database Upgrade content
C:\Meridium\DbUpg

Check Setup Exit Help
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Initiating the Database Upgrade Process

You can initiate the database upgrade process only from the Summary screen in the
Database Upgrade Manager. When you do so, the Meridium APM system will begin
upgrading your database, which consists of the following steps:

1.
2.

Unzipping the compressed database content folder and extracting its contents.

Checking the extracted files against the list of baseline files to determine if all the
expected files are available.

Importing the baseline database content into your database.

Processing each file and protecting your customized items according to the con-
tent protection process. When step 4 begins, you should refer to the instructions
on monitoring the database upgrade process.

The following instructions assume that you are ready to upgrade your database in either
a test or production environment.

rIMPORTANT: The database upgrade process can take several hours to complete,
depending upon the size of the database, available memory, and other factors. After
you start the database upgrade process, you should not close the window unless you
want to stop the database upgrade process.

To initiate the database upgrade process:

1.
2.

Access the Database Upgrade Manager application.

On the Connection Information screen, in the Database Server Connection
Information section, enter the following information about the database that you
want to upgrade to the new version:

A. In the Type list, select the database type: SQL Server or Oracle.

Depending on the value that you select, the remaining cells may be hidden. The
behavior of each cell is described in the step that corresponds to each cell.

In the User Name cell, type the user name or schema name that can be used to
log in to your database.

In the Password cell, type the password associated with the user name in the User
Name cell, which can be used to log in to your database.

As you type, a , will appear in place of each character.

In the Database Server cell, type the path to the Database Server machine where
your database resides. This step applies only to SQL Server database types and is
hidden if you selected Oraclein the Type list.

In the Database Name cell, type the name of the database that you want to
upgrade. This step applies only to SQL Server database types and is hidden if you
selected Oracle in the Type list.
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F.

In the Alias cell, type the database alias for the database that you want to upgrade.
This step applies only to Oracle database types and is hidden if you selected SQL
Serverin the Type list.

. The Path to Database Upgrade content cell contains the folder path in which the

compressed database content file was installed when the Application Server soft-
ware was upgraded. For example, if you accepted the default location during the
Application Server upgrade, the compressed file is installed in the folder C:\Meridi-

um\DbUpg. In this cell, click the ... | button, navigate to the compressed data-
base content file whose file name contains MI_DB_Master, and select it.

Note: The Path to Database Upgrade content folder path cannot contain peri-
ods. If it does, the database upgrade will not work.

The following image shows an example of what the Connection Information
screen looks like after you have entered connection information. In this example,
the connection details apply to a SQL Server database. As you can see in the Path
to the Database Upgrade content cell, the compressed file that contains the
baseline Meridium APM database content is named according to the database ver-
sion. This value will change with each subsequent Meridium APM release.
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Connection Information

—Database Server Connection Information

Type
ISQL Server j

User Mame

I Meridium_Database

Password

Database Server
| DEVDE2'\SQL2008

Database Name

I Meridium_Database

Path to Database Upgrade content

C:\Merndium'\DbUpg
\MI_DB_Master_3510000.ZIF |

Check Setup Exit Help

3. Click the Check Setup button.

The Database Upgrade Manager performs the following checks in the order in
which they are listed here:

« Attempts to connect to the database whose connection information is
stored in the Database Server Connection Information section.

« Attempts to locate the compressed database content file specified in the
Path to Database Upgrade content cell.

Note: If the Meridium APM system encounters issues during the first two
checks, corresponding messages will be displayed on the Connection
Information screen. If you see an error message, you should correct the
issue as indicated by the message, and then click the Check Setup button
again.
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« Checks the version of the Meridium APM Application Server software on the
machine where you are working to see if the first three digits match the first
three digits in the target database version, indicated by the compressed data-
base content file specified in the Path to Database Upgrade content cell. The
first three digits in the compressed database content file must match the
first three digits in the Application Server software version. The result of this
check is displayed only on the Readiness Check screen.

The results of these checks are displayed on the Readiness Check screen. The fol-
lowing image shows an example of what the Readiness Check screen looks like
when you are ready to upgrade a V3.5.0 database version to a V3.5.1 database ver-
sion. The Current Database Version value is determined after the Meridium APM
successfully connects to the database that you want to upgrade. Likewise, the Tar-
get Database Version value is determined by the version of the compressed data-

base content file whose path is stored in the Path to Database Upgrade content
cell on the Connection Information screen.

i Meridium APM Database Upgrade Manager M=l B3
Readiness Check

—Database Upgrade Readiness Check

Current Database Version 3500000

Target Database Version 3510000

Connection Test

¥ Good
Application Server Version
PR ¥ 3510000
Location of Database Upgrade Files
Pe v Good

You are now ready to upgrade your Meridium APM database. Click 'Mext’ to
begin the upgrade process.
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Note: If the first three digits of the database content file name does not match
the first three digits of the Application Server software version, the indicator,
<Version>, will be displayed, where <Version> is the version of the Application
Server software that is installed on that machine. In addition, an error message
will be displayed at the bottom of the Database Upgrade Readiness Check sec-
tion, indicating that the system is unable to determine the version to which you
want to upgrade and asks you to check the database content file name and loc-
ation on the Connection Information screen.

rIMPORTANT: After you click the Next button on this screen, you cannot come back.

Your only options after continuing past the Readiness Check screen will be to initiate
the upgrade process or exit the application.

4. Click the Next button.

The Summary screen appears and expands to the full size of your screen. For the
purposes of this documentation, the Summary screen has been resized manually
to a smaller size. This screen displays a summary of the information that you
provided on the Connection Information screen.

{4 Meridium APM Database Upgrade Manager

~Summary Information

Upgrading Meridium Database from: 3500000 to 3510000 Trace level: I Less Info v|
Connection Information: Meridium_Database@DEVDB2\SQL2008 (Database=Meridium_Database)
File Path: C:\Meridium\DbUpg\MI_DB_Master_3510000.ZIP

Continue |

[ Ignore Failed Events

Access Upgrade Logs | Exit Help

5. In the Summary Information section:

A. Inthe Trace Level list, select the value indicating the amount of detail that
you want to include in the upgrade logs for each operation that occurs dur-
ing the database upgrade process. You can choose from the following
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options:

« Less Info: This is the default setting. When this option is selected, the
database upgrade logs will contain enough information for you to
determine where an error occurred but may not contain enough
information for you to determine how to correct the issue.

« More Info: When this option is selected, the database upgrade logs
will contain more information for you to determine where an error
occurred and may contain enough information for you to determine
how to correct the issue. Keep in mind that using this option can cause
the upgrade logs to become quite large.

B. For the Ignore Failed Events check box, indicate whether you want the data-
base upgrade process to pause automatically if a failure occurs. This check
box is clear by default.

« If you are running the database upgrade process in a test envir-
onment, and you want the Meridium APM system to continue pro-
cessing your database even if a failure occurs, select the Ignore Failed
Events check box. This will provide you with a comprehensive list of
failures after the database upgrade process is complete, which you
can use to review and correct the failures.

« If you are running the database upgrade process in a test envir-
onment, and you want to review each failure as it occurs, accept the
default selection. This means that if a failure occurs during the
upgrade process, the upgrade process will pause automatically, allow-
ing you to review and correct the failures as they occur.

« If you are running the database upgrade process in a production envir-
onment, accept the default selection (clear). At this point, you should
have already run the database upgrade process in a test environment
and resolved any errors that occurred. In other words, you should not
expect any errors to occur during the database upgrade process in
your production environment. Using this option, however, will ensure
that if an error does occur, the upgrade process will not continue.

6. Click the Continue button to initiate the database upgrade process.

The Summary Information section refreshes and the following interface elements
change:

« The Trace Level and Ignore Failed Events options are disabled. At any point
during the upgrade process, however, you can change these settings. To do
so, you will need to pause the database upgrade process, and then the
Meridium APM system will use the new settings, starting with the first oper-
ation that is processed after you resume the upgrade process.

« The Pause button will appear, to which you can useto pause the upgrade
process at any point. If you pause the database upgrade process, the button
text will change to Resume, which you can click to start the database
upgrade process where it left off.
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« The Upgrade Details grid will appear below the Summary Information sec-
tion when step four begins, which displays the status of each file that is pro-
cessed during the database upgrade process.

In addition, this section displays the progress of the first step of 4 in the data-
base upgrade process, in which the Meridium APM system unzips the com-
pressed database content file and extracts its contents.

Summary Information

Upgrading Meridium Database from: 3500000 to 3510000 Trace leve :ILe;s Info -
Connection Information: Meridium_Database@DEVDB2\5QL2008 (Database=Meridium_Database) I Ignore Failed Events

Ignore Failed Event
File Path: C:\Meridium\DbUpg\MI_DB_Master_3510000.ZIP N

Step 1 of 4 - Unzipping Content: 6%

After the progress bar reaches the end, the Summary Information section
refreshes and displays the progress of the second step of 4 in the database
upgrade process, in which the Meridium APM system checks the extracted files
against a manifest to determine if all the expected files are available.

Summary Information

Upgrading Meridium Database from: 3500000 to 3510000 Trace level :ILEGE Info =
Connection Information: Meridium_Database@DEVDB2\SQL2008 (Database=Meridium_Database) I 1gnore Failed Events

File Path: C:\Meridium\DbUpg\MI_DB_Master_3510000.ZIP

Step 2 of 4 - Checking files: 20%

Note: If an expected file is not found during this process, an error message will
appear, and then you can use the View Log button to see which file is missing. If
this issue occurs, you should contact Meridium, Inc.

After the progress bar reaches the end, the Summary Information section
refreshes and displays the progress of the third step of 4 in the database upgrade
process, in which the Meridium APM system imports the baseline database con-
tent into your database.

Summary Information

Upgrading Meridium Database from: 3500000 te 3510000 Trace level: |Less Info |+
Connection Information:Meridium_Database@DEVDB2\5QL2008 (Database=Meridium_Database) I Tanore Failed Events

Ignore Failed Event:
File Path: C:\Meridium\DbUpg\MI_DB_Master_3510000.ZIP )

Step 3 of 4 - Loading Content: 5%

After the progress bar reaches the end:

« The Summary Information section refreshes and displays the fourth step of 4 in
the database upgrade process, in which the Meridium APM system processes each
file and protects your customized items according to the content protection pro-
cess.

-and-

« The Upgrade Details grid appears below the Summary Information section and
displays the status of each event (i.e., processing a file or set of files) as it occurs.
Each row in the grid represents one event.
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Summary Lrfonmation

Upgradmg Mendiom Datsbazs from: 3500000 to 3510000
Conrection Informaten:Merdium_Databaced DEVDARAZ\SQLI008 (Databace =HMeridium_Databasa)

File Psth: C:\Merdium)\DbUpg\MI_DB_Macter 3510000.Z1F Mg
n
Step 4 of 4 - Processing: % Stop
Advanced Details  Delail Key Status  Version Database Item Name
Events 1 Success 3500100 C:\Mendium\DbUpg\Versions\3500100110_PrelEUNO10_TOGGLE_INTEGRITY CHECKS.MS.SQL ﬂ
Events 2 Success 3500100 C:\Mendium\DbUpg\Versions\3500100110_PraIEU\020_UPG_CONTENT_TBLS.MS.50L
Evants 3 Success 3500100 C:\Merdium'\DbUpg'\Versions\3500100110_PrelEUNDZ1_UPD_CONTENT_TBLS.GEN.SQL
Events 4 Success 3500100 C:\Mendwm\DbUpg\Versions\3500100110_PrelEUNO4S_INS_MI_EXCLUDE COLUMNS.MS.SQL
Events 5 Success 3500100 C:\Mendium\DbUpg\Versions\3500100110_PrelEUNO4%_DRP_VIEWS_CONTENT_PROTECTION.MS.SQL.LINK
Events § Success 3500100 C:\Mendium\DbUpg\Versions\3500100110_PrelEUN050_CRT_VW_MI_DATASHEETS.GEN.SQL.LINK
Eens 7 Success 3500100 C:\Merdium\DbUpg\Versions\3500100410_PrelEUNDS0_CRT_VW_MI_HYPERLINKS.GEN.SQL.LINK
Events 8 Success 3500100 C:\Mendium\DbUpg\Versions\3500100410_PrelEUNDS0_CRT_VW_MI_PREFERENCES.GEN.SQL.LINK
Events 9 Success 3500100 C:\Mendium\DbUpq\WVersions\3500100010_PrelEU\DS0_CRT_VW_MI_PRIVILEGES.GEN.SQL.LINK
Events 10 Success 3500100 C:\Mendium'\DbUpg\Versions\3500100110_PrelEUNOSO_CRT_VW_MI_SM_STATE_MACHINES.GEN.SQL.LINK
Events 11 Success 3500100 C:\Mendium'DbUpg\Versions\3500100110_PrelEUNOSO_CRT_VW_MI_SYCD_TABLES.GEN.SQL.LINK
Events 12 Success 3500100 C:\Mendium\DbUpg\Versions\3500100110_PrelEUNOS0_CRT_VW_MI_UNITS_OF MEASURE.GEN.SQL.LINK
Events 13 Success 3500100 C:\Merdium'\DbUpg'\Versions\3500100110_PrelEUNDS0_CRT_PKG_MI_SM.MS.50L
Events 14 Success 3500100 C:\Meridium\DbUpg\Versions\3500100410_PrelEU\081_CLEANUP_STATE_MACHINES.MS.SQL
Events 15 Success 3500100 C:\Meridium\DbUpg\Wersions\3500100110_PrelEUN110_CRT_TBLS_DBUMS.MS.5qL
Events |16 Success 3500100 C:\Meridium\DbUpg\Versions\3500100110_PreIEU\120_CRT_PKG_MI_DEUMS_UTIL.MS.SQL _lj
{ | ,

At this point, you should monitor the progress of the database upgrade process.

While your database is being upgraded, various files and folders are created auto-
matically. You do not need to interact with these files, with the exception of the

Microsoft Excel files in the folder <root drive>:\Program Data\Meridi-

um\Translations\Legacy Translations. These files contain translated strings that
were stored in your database. These files will be created only if you have existing
translations stored in your database (i.e., if you are upgrading from a release
earlier than V3.5.0 SP1 LP). If these files are created, and you want to use your
existing translations, you will need to perform an additional step to upload those

translations to the Meridium APM system.
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About Monitoring the Database Upgrade Process

The Database Upgrade Manager provides features that help you monitor the database
upgrade process. The following table lists these tools and explains how they can be
used to help you monitor the database upgrade process for your database.

Tool Name

Upgrade Details

grid

Events button

Pause button

Resume button

Description

Displays the status of each file
that is being processed during
step 4 of 4 in the database
upgrade process.

Lets you view the details of a spe-
cific event using the Events log.

Pauses the database upgrade pro-

cess.

Starts the database upgrade pro-
cess after it has been paused.

Why It's Useful

As each file is processed, the
grid will display a status value
indicating if the file was suc-
cessfully processed in the
upgrade database or if it
failed. Using this information,
you can determine if you need
to investigate the details of the
database upgrade process and
where to find the details.

As each event occurs, the
details of what the Meridium
APM system is doing is recor-
ded in the Events log. You can
use this log to troubleshoot
issues.

The amount of information
that is available here is determ-
ined by the Trace Level setting.

If you have the Ignore Failed
Events check box selected but
you notice a failure that you
want to review, you can pause
the upgrade process and
review the details of that fail-
ure. When you are finished,
you can click the Resume but-
ton to start the database
upgrade process at the point
at which you paused it.

When you start the database
upgrade process again in this
way, it will start where it left
off when the process was
paused.
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Tool Name

Trace Level
option

Ignore Failed
Events option

Description

Lets you specify how much detail

Why It's Useful

The information that is recor-

you want the upgrade logs to con- ded in the logs can be helpful
tain. You can choose from the fol- if a process fails. You can use

lowing options:
« More Info
« Less Info

Lets you specify whether you
want the database upgrade pro-
cess to pause automatically if a
failure occurs or continue pro-
cessing the remaining files.

this information to investigate
the issue.

Depending upon the setting
that you use, you may need to
monitor the database upgrade
process more closely.

For example, if you run the
database upgrade process
with the Ignore Failed Events
check box cleared, the data-
base upgrade process will
pause itself automatically
when a failure occurs and
write the failure to the
upgrade log. In this case, you
will need to correct the error
before you can resume the
upgrade process.

If, however, you are running
the database upgrade process
with the Ignore Failed Events
check box selected, the data-
base upgrade process will con-
tinue processing the database
content files despite any fail-
ures that occur (i.e., it will log
the details and then move on).
In this case, it is not necessary
for you to closely monitor the
database upgrade process
because it will continue until it
is finished, and then you can
review the Upgrade Details
grid and event logs for details
on any failures that occurred.
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Tool Name Description Why It's Useful

View Current Log Displays the upgrade log for the  The information that is written
upgrade process that is currently to the current upgrade log rep-
running. resent the details of the

upgrade process, which you
can use to troubleshoot
issues.

View All Logs Displays the folder containing all = These logs should be sent to
the logs that are associated with  Meridium, Inc. either upon
the database upgrades thatyou  completion of your database
have run. upgrade or if you are exper-
iencing issues that you are
unable to resolve on your own.
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Aspects of the Upgrade Details Grid

The Upgrade Details grid appears on the Summary screen in the Database Upgrade
Manager application after you initiate the database upgrade process and the first three
operations are finished. At this point, the Meridium APM system begins processing each
file in your database (i.e., step four in the database upgrade process).

The Upgrade Details grid shows the status of each file being processed and provides
access to the details of that operation. The following image shows what the Summary
screen looks like when the Upgrade Details grid is displayed.

Susmanany Tnbormation

Upgradmg Mendiom Detabase from: 3500000 to 3510000 2o levtilLess Infe | =
Cenrection Informatsn: Merdium_Databaced DEVDAZ\SOL 2008 (Databace=Hertdium_Databace) r
File Path: CryMendium| DbUpg \MI_DB_Macter 3510000.Z1F

Stop 4 of 4 - Pracessing 3%, Stop

Advanced Detals  Detall Key Status  Version  Database Item Name

Events |1 Success 3500100 C:\Mendium\DbUpg\Versions\3500100110_PrelEUN010_TOGGLE_INTEGRITY _CHECKS.MS.SQL ﬂ

Events 2 Success 3500100 C:\Mendium\DbUpq'\Versions\3500100110_PrelEUY020_UPG_CONTENT_TBLS.M5.5QL

Events 3 Success 3500100 C:\Mendium\DbUpg\Wersions\3500100410_PrelEUN021_UPD_CONTENT_TBLS.GEN.SQL

Events |-I Success 3500100 C:\Mendium\DbUpg\Versions\3500100\10_PrelEUNO4S_INS_MI_EXCLUDE COLUMNS.MS.SQL

Events 5 Success 3500100 C:\Mendium\DbUpg'Versions\3500100110_PrelEUNO45_DRP_VIEWS_CONTENT_PROTECTION.MS. SQL.LINK

Events 6 Success 3500100 C:\Mendium\DbUpg\Versions\3500100110_PrelEVI0S0_CRT_VW_MI_DATASHEETS.GEN.SQL.LINK

Events 7 Success 3500100 C:\Mendium\DbUpgiVersions\3500100110_PrelEUNDS0_CRT_VW_MI_HYPERLINKS.GEN.SQL.LINK

Events 8 Success 3500100 C:\Menidium\DbUpq\Versions\35001001\10_PrelEUADS0_CRT_VW_MI_PREFERENCES.GEN.SQL.LINK

Events 9 Success 3500100 C:\Mendwm\DbUpg\Wersions\3500100\10_PrelEUN0SO_CRT_VW_MI_PRIVILEGES.GEN.SQL.LINK

Events 10 Success 3500100 C:\Mendium\DblUpg'Versions\3500100110_PrelEUN0SO_CRT_VW_MI_SM_STATE_MACHINES.GEN.SQL.LINK

Events 11 Success 3500100 C:\Mendium'DbUpg'Versions\3500100110_PrelEUN0S0_CRT_VW_MI_SYCD_TABLES.GEN,SOL.LINK

Events 12 Success 3500100 C:\Meridium\DbUpg\Versions\3500100\10_PrelEUA0S0_CRT_VW_MI_UNITS_OF MEASURE.GEN.SQL.LINK

Events 13 Success 3500100 C:\Merdium\DbUpg'Versions\3500100110_PrelEUN080_CRT_PKG_MI_SM.MS.50L

Events 14 Success 3500100 C:\Meridium\DbUpg\Wersions\3500100\10_PrelEU\081_CLEANUP_STATE MACHINES.MS.SQL

Events 15 Success 3500100 C:\Meridium\DbUpg'Versions\3500100110_PrelEU1110_CRT_TBLS_DBUMS.MS.SQL

Events |16 Success 3500100 Cr\Meridium\DbUpg\Wersions\3500100\10_PrelEU\120_CRT_PKG_MI_DBUMS_UTILMS.SQL _|d
i | b

Each row in the Upgrade Details grid represents a file or set of files that are being pro-
cessed by the database upgrade process. The grid contains the following columns:

« Advanced Details: Contains the Events button, which displays the Meridium APM
Database Upgrade Event window, where you can view detailed information about

how the item in that row was processed by the Meridium APM system. You cannot
sort the values in this column.

« Detail Key: Contains a number representing the order in which the item in that
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row is being processed in relation to the others in the grid, starting with 1 (one).
The values in this column are sorted in ascending order by default.

« Status: Contains one of the following values, which indicate the status of that item
within the database upgrade process:

m Loaded: The Meridium APM system is processing the item in that row. This
is the first status for each item.

m Success: The item in that row has been successfully processed in your data-
base. This is the final status for each item.

m Failure: An error occurred while processing the item in that row, and it was
not successfully processed.

m In Progress: The item is currently being processed.
You can sort the values in this column by clicking the column header.

« Version: The database version of the item in that row. Because you can upgrade
across multiple versions, the Meridium APM system will process each version of
the item in each row, and this value will change as the Meridium APM system pro-
cesses the successive versions of the file in that row. After an item is successfully
processed, the version number value will match the target database value.

. Database Item Name: The file path and name of the file being processed. You can
sort the values in this column by clicking the column header.

« Process Date and Time: The date and time on which the Meridium APM system fin-
ished processing the item in that row. You can sort the values in this column by
clicking the column header.

You can change the sort that is applied to the values in any column except the
Advanced Details column by clicking the column header. When you do so, an icon will
appear in the column header, indicating the sort that is applied to the values:

« Indicates that an ascending sort is currently applied. You can click this icon to sort
the values in descending order.

* Indicates that a descending sort is currently applied. You can click this icon to sort
the values in ascending order.

The grid is hidden by default. You can collapse and expand the grid using the button
that appears to the left of the Upgrade Details label above the grid. This button changes
depending upon the current state of the grid.

Indicates that the grid is expanded, and you can click that button to collapse it.

Indicates that the grid is hidden, and you can click that button to expand the grid.
This is the default setting.
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Pausing the Database Upgrade Process

The database upgrade process can be paused in the following ways:

« Automatically, if a failure occurs and the Ignore Failed Events check box is
cleared.

« Manually, if you want to pause the process to view the details of a failure or to
change your settings (e.g., Trace Level).

The following instructions provide details on pausing the database upgrade process
manually. When you do so, the database upgrade process will stop after it completes its
current operation and wait for you to resume the process. When you start it again, it will
continue processing where it left off when it was paused.

These instructions assume that a database upgrade process is currently running.
To pause the database upgrade process:

« In the Summary Information section on the Summary screen, click the Pause but-
ton.

The database upgrade process stops running, and the Pause button is
renamed Resume.
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Resuming a Paused Database Upgrade Process

The database upgrade process can be paused in the following ways:

« Automatically, if a failure occurs and the Ignore Failed Events check box is
cleared.

« Manually, if you want to pause the process to view the details of a failure or to
change your settings (e.g., Trace Level).

The following instructions provide details on starting a paused database upgrade pro-
cess. These instructions assume that the database upgrade process has been paused

either automatically or manually and that you are ready to resume the database
upgrade process again.

To resume a paused database upgrade process:

« In the Summary Information section on the Summary screen, click the Resume
button.

The database upgrade process starts again where the it left off when the process
was paused.
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The Final Stage of the Database Upgrade Process

After the database upgrade process finishes, a message will appear, displaying a sum-

mary of the upgrade process, and the Summary Information section will be refreshed
and display a similar summary.

For example, the following image shows what the Summary Information section looks
like after an unsuccessful database upgrade process completed in a test environment.

Summary Information

Upgrading Meridium Database from: 3510000 to 3510000 Trace |E\"E|:|Less Info vl
Connection Information:V351_TEST_DG_20130605@ROADEVDB\SQL2008 (Database=V351_TEST_DG_20130605) ™ 1gnore Failed Events
File Path: C:\Meridium\DbUpg\MI_DB_Master_3510000.ZIP

Step 4 of 4 - Processing: Successful: 5374 - Failed: 22 - Unprocessed: 0
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About Reviewing the Log for Duplicate Records

When you upgrade your database (either as a test or in production), the database
upgrade process will process all the records in your database and identify records that
Meridium, Inc. has delivered as part of earlier releases (i.e., baseline records). During
this process, the records that are identified as baseline records are flagged as baseline
so that in future releases, the upgrade process can apply baseline changes to the appro-
priate baseline records without inadvertently changing your custom records.

To distinguish the baseline records from your custom records, the database upgrade
process looks for specific field values in the records in a given family, and if a match is
found, the record is flagged as baseline. It is possible that one of your custom records
could contain the same combination of values as the baseline record. In these cases, the
database upgrade process will:

« Flag the oldest of the duplicate records as the baseline record (i.e., the one that
was created first).

« Create an entry in the upgrade log for the family in which the duplicate records
were found. This entry indicates that the family has duplicate records and
provides SQL syntax for a query that you can run to see which records are duplic-
ates and which record the database upgrade process flagged as the baseline
record.

This means that is possible that one of your custom records could be flagged unin-
tentionally as a baseline record. To ensure that the upgrade process has flagged the
appropriate records as baseline, you will need to perform a manual step. More spe-
cifically, after the database upgrade process is complete, you will need to:

« Review the log entry to see if you have duplicate records in any of the families in
your database.

« If duplicate records exist in your database, you will need to review those duplicate
records and determine whether or not the upgrade process flagged the correct
record as baseline. If the upgrade process has flagged a record incorrectly as
baseline, the next steps will vary depending upon how the record is used within
the product. These steps exceed the scope of this documentation.

rIMPORTANT: Reviewing the duplicate records will require someone to look at
the actual data, including the field values and relationships to other records. We
recommend that the person who reviews the data be familiar with the area of
the product with which the family is associated.
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Reviewing the Log for Duplicate Records

The following instructions provide guidelines on reviewing duplicate records and
assume that the database upgrade process (test or production) has completed.

To review duplicate records:

1. In the Upgrade Details grid, locate the row representing the event with the fol-
lowing Database Item Name, and view its details:

C:\Meridium\DbUpg\Versions\<version>\_99_PostProcess\70_RecordAndLink-
sValidation.cmmd

...where <version> is the target database version. For example, the following
image shows what this event looks like for a V3.5.1 upgrade.

‘ 3510000 | C:\Meridium\DbUpg\Versions\3510000\_99_PostProcess\70_RecordAndLinksValidation.cmd

2. On the Meridium APM Database upgrade Event window, in the Event Details
pane, locate the section Families with Duplicate records, as shown in the fol-

lowing image.
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i Meridium APM Database Upgrade Event M=l E3
Advanced Details

Event Stack Event Details

AllEvents ﬂ

*********************ttl:amilies W|th Dup“ﬂata
rECDI-ds_¢¢¢¢$$$tttttttttttttttttttttt

*********************ttl}ata Mappll‘lg CD'UI‘I"Ir‘I-FiEhj
Pair$$¢$*********tttttttttt

SELECT * FROM (SELECT ENTY.ENTY_SYS_FLG
BaselineRecord, duprecords.® FROM MI_ENTITIES ENTY
INNER JOIN MIV_MI_CLMD_MPG duprecords ON
duprecords. ENTY_KEY = ENTY.ENTY_KEY INNER 10IN
(SELECT dupalias.MI_CLMD_MPG_TARGET FIELD C,
dupalias.MI_CLMND_PR_QUERY_COLUMMN_C FROM
MIV_MI_CLMD_MPG dupalias GROUP BY
dupalias.MI_CLMD_MPG_TARGET_FIELD C,
dupalias.MI_CLMND_PR_QUERY_COLUMN_C HAVING
COUNT(*) = 1 ) B ON

( duprecords.MI_CLMD_MPG_TARGET_FIELD_C =
B.MI_CLMD_MPG_TARGET_FIELD ) and

{ duprecords.MI_CLMND_PR_QUERY COLUMMN_C =
B.MI_CLMND_PR_QUERY_COLUMM_C) where
(ENTY.ENTY_SYS_FLG = 'Y') UNION ALL SELECT
ENTY.ENTY_5YS_FLG BaselineRecord, duprecords, *
FROM MI_ENTITIES ENTY IMMER 10IM
MIY_MI_CLMD_MPG duprecords ON ;I

Close |

If this section contains subsections with names of families, this means that duplic-
ate records were identified for that family. For example, in the preceding image,
you can see the Data Mapping Column-Field Pair subsection, which indicates that
there are duplicate records in the Data Mapping Column-Field Pair family.

Each subsection includes the SQL code for a query that will return the duplicate
records and indicate which of the duplicates was flagged as the baseline record.

At this point, if duplicate records have not been identified in your database, you
can ignore the remaining instructions and return to the upgrade checklist. The
remaining instructions assume that duplicate records have been identified in your
database.

3. For each family in which duplicate records were identified, copy the entire SQL
code statement from the log, and run the query using that code. The query cannot
be run in the Meridium APM Framework. You can run the query using a database
query tool such as SQL Server Management Studio.

4. Review the query results. Specifically, you should look at the BaselineRecord
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column. A value of Yindicates that the record in that row was flagged as the
baseline record. A value of N indicates that the record is a record that you created
and is not flagged as a baseline record.

At this point, if you have records in your database that have been flagged incor-
rectly as baseline records, the steps that need to be taken will vary depending
upon how the record is used in the Meridium APM system. These steps exceed the
scope of this documentation.
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Sending the Database Upgrade Logs to Meridium,
Inc.

After you have upgraded your database (or if you encounter errors that you cannot
resolve on your own), you will need to send the upgrade logs associated with the
upgrade process to Meridium, Inc.

To send database upgrade log files to Meridium, Inc.:

1. In the Database Upgrade Manager application, on the Summary screen, click the
View All Logs button.

A Windows Explorer instance appears, displaying the folder in which the collection
of upgrade log files are stored.

2. Send to Meridium, Inc. all of the files in this folder. When you do so, be sure to
provide the following information:

« Your company name
-and-

« That the files are database upgrade log files
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| see a Failure. Now What?

During the database upgrade process in your test environment, you may see the status
Failure. This indicates that an error occurred while processing the event in that row, and
it was not successfully processed. Depending upon the state of the Ignore Failed Events
check box, these errors may cause the database upgrade process to pause itself auto-
matically or continue running despite the errors. In either case, the errors will be written
to the upgrade log.

If you see a failure, you should use the following workflow to troubleshoot the asso-
ciated error:

1.

Review the Events log.Use the Events button in the same row as the Failed status
to access the Events |log associated with that item. The Events log contains the pro-
cessing details associated with that item, which you can use to determine the
cause for the error. At this point, if you are able to correct the error, you can do
so, and then resume the database upgrade process again.

Review the current upgrade log.If you are unable to determine the cause of the fail-
ure using the Events log, or you are unable to correct the issue using only the
information in the Events log, use the View Current Log button to access the cur-
rent upgrade log for the upgrade process. The current upgrade log contains pro-
cessing details for all operations that have been completed so far, including the
failed item. You can use the current upgrade log to determine the cause for the
error.

At this point, if you are able to correct the error, you can do so, and then resume
the database upgrade process again.

If you are unable to troubleshoot or correct a given failure on your own, you
should send all available upgrade log files to Meridium, Inc. You can use the View
All Logs button to access the location where all the logs associated with the
upgrade process are stored.

Confidential and Proprietary Information of Meridium, Inc. » Page 312 of 459



The Events Log

The Events Log

As each event occurs during the database upgrade process, the details of what the
Meridium APM system is doing is recorded to the Events log. You can use this log to
troubleshoot issues. You can access the Events log via the Events button in each row in
the Upgrade Details grid. Doing so displays the Events log for the event in that row. The
amount of information that is available in the Events log is determined by the Trace
Level setting.

The content of the Events log is displayed on the Meridium APM Database Upgrade
Event window. The following image show an example of what the Events log looks like
when it is first accessed.

£ Meridium APM Database Upgrade Event _ O]
Advanced Details
Event Stack Event Details
AllEvents Mame: -
DB Info
StepMm:

CallstoredProcedure

StartDate:
6/5/2013 8:48:01 PM

EventParameters:
Calling the stored procedure Create Update Content

Mame:
DB Info

Stephm:
XML

EndDate:
6/5/2013 5:48:02 PM

EventParameters:
C:ADBUMS\CONTENT Wersions'3510000%20_IEU
W50_0ther\2_RecordsLinksYMI_CLMND_PR.xml

EventParameters:
Procedure ;I

Fle e = RAT Fafdl IRA™  ACE TRl BAT FRITTTTE, SSBrTrTerT

Close |

All the available details for a given event are displayed by default. You can expand the
nodes in the Event Stack pane and select a subnode to view smaller chunks of details in
the Event Details pane. Further, you can expand a subnode to view only those details in
the Event Stack pane.

Confidential and Proprietary Information of Meridium, Inc. » Page 313 of 459



The Events Log

For example, the following image shows what the Events log looks like when the first
subnode is selected.

£4 Meridium APM Database Upgrade Event =]
Advanced Details
Event Stack Event Details
= AllEvents Mame:
EDBE_Info DB Info
Mame:
DB Info StepNm:

CallStoredProcedure
StepNm:
CallStoredProcedure StartDate:
6/5/2013 8:48:16 PM
StartDate:
6/5/2013 §:48:16 PM  EventParameters:
Calling the stored procedure Create Update Content
EventParameters:
Calling the stored proc

DBE_Info
DE_Info
DB_Info
DB _Info
Debug
Debug
DBE_Info
DE_Info
Debug
Debug
DE_Info

1| I i

F [ F FH [ FH FHEFEFEE

Close |

You can close the Events log using the Close button on the bottom of the window.
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Bootstrap Error

When compiling a database during the upgrade procedure, you may encounter a Boot-
strap error that prevents the operation from being completed. This issue only occurs if
you are using a SQL Server database.

File Path: C:\MeridiumDbUpg\MI_DB_Master_3600400.zip

Bootstrap Failure 0%

To mitigate this issue, complete the following steps:
1. Open the V3.6.0.4.0 distribution package, and navigate to the folder \\Database.

2. In a separate folder window, navigate to the Bootstrap. Typically, the folder is loc-
ated here: C:\\Program Files\Meridium\Client\100.0.0.0.0\DBUpgrade\Bootstrap.

3. Replace the file CRT_PRC_MI_DBUMS_BOOTSTRAP.MS.SQL in your Meridium dir-
ectory with the version included in the V3.6.0.4.0 distribution package.

4. Repeat the database upgrade procedure.

The database should compile normally. If you continue to see a Failure, you
should contact Meridium, Inc. with all available upgrade logs.

Note: This issue is also addressed by Meridium Knowledge Base Article 1990, which is
available from https://www.meridium.com/support.
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Configuring the Application Server for Oracle Com-
ponents

In previous releases, you were instructed to modify the following files on the dedicated
Meridium APM Application Server machine to bind the 64-bit .Net Framework to the
Oracle.DataAcess component:

o C:\WINDOWS\Microsoft. NET\Framework64\V2.0.50727\CONFIG\machine.config
o C:\Windows\Microsoft.NET\Framework64\V4.0.30319\CONFIG\machine.config

The modifications from previous releases are no longer necessary with ODAC version
11.2.0.3 and must be removed. The following instructions provide details on removing
the modifications from these files.

To modify the machine configuration file to undo the binding of 64-bit .Net Framework
to the Oracle.DataAccess component:

1. On the Application Server machine, open two Windows explorer windows.

2. In one window, navigate to the folder C:\WINDOWS\Mi-
crosoft. NET\Framework64\V2.0.50727\CONFIG

-and-

In the other window, navigate to the folder C:\Win-
dows\Microsoft. NET\Framework64\V4.0.30319\CONFIG

3. From each folder, open the filemachine.config in a text editor (e.g., Notepad).

4. In each file, between the opening and closing <configuration> tags, delete the fol-
lowing content.

<runtime>
<assemblyBinding xmlns="urn:schemas-microsoft-com:asm.wv1">
<dependentAssembl v
<assemblyIdentity name="0racle.DataAccess"
publicKeyToken="89b483f429c47342" />
<bindingRedirect oldVersion="2.0.0.0-10.9.9.5"
newVersion="2.112.1.0" />
< /dependentAssembly>
</assemblyBinding>
</runtime>

5. Save the files, and then close them.

At this point, you should refer back to the upgrade checklist.
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About Comparing Databases

The Meridium APM Database Comparison Tool lets you view the differences that exist
between two databases. You can use the tool to compare the content of the baseline
Meridium APM database for the version to which you are upgrading (i.e., target version)
against:

« The content of the baseline Meridium APM database for the version from which
you are upgrading (e.g., baseline V3.5.0 database to baseline V3.5.0 SP1 LP data-
base).

-and-

« The content of your customized pre-upgraded database (e.g., customized V3.5.0
database to baseline V3.5.0 SP1 LP database).

-and-

« The content of your customized upgraded database (e.g., customized V3.5.0 SP1
LP database to baseline V3.5.0 SP1 LP database).

In all three comparison scenarios, there is a constant and a variable, where:

« The constantis always the baseline Meridium APM database for the target version.
The constant database can be V3.5.0 and later.

« The variableis the database that is being compared to the baseline Meridium APM
database for the target version. The variable database can be V3.4.5 or later.

For example, consider the following scenarios, where the Allowed? column indicates
whether or not this comparison is supported using the Meridium APM Database Com-
parison Tool, and the Reason column indicates the reason why the comparison is or is
not supported.

Comparison Allowed? Reason
V3.4.5to v The variable version is V3.4.5 or later, and the
V3.5.0 target version is V3.5.0 or later.
V3.3.2to X The variable version is earlier than V3.4.5.
V3.5.0
V3.3.3to K The target version is earlier than V3.5.0.
V3.4.5
V3.4.5to v The variable version is V3.4.5 or later, and the
V3.5.0 HF2 target version is V3.5.0 or later."
V3.5.1 to v The variable version is V3.4.5 or later, and the
V3.5.1.1.0 target version is V3.5.0 or later.
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Hot fix-specific zip files do not exist for pre-V3.5.1 hot fix versions. When you compare
your database to pre-V3.5.1 hot fix versions, the Database Comparison Tool uses the zip
file for the main version to generate the comparison.

The Meridium APM Database Comparison Tool must be accessed from the APM Applic-
ation Server, which must contain Microsoft.net 4.0. You may be launching the tool from
a version of the APM Application Server that already requires Microsoft.net 4.0 (V3.5.0).
If, however, you are launching the tool from a version of the APM Application Server that
does not require Microsoft.net 4.0 (V3.4.5), you will need to obtain it before running the
database comparison.
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Database Comparison Options

Using the Meridium APM Database Comparison Tool, you can compare different data-
bases. The following table identifies the comparison options that are available through
the tool, the purpose of each comparison, an example of each comparison, and when

you need to initiate each comparison.

Note: All comparisons are made against the same constant: the baseline Meridium

database for the target version (shaded orange in the examples).

Variable

The content
of the
baseline
Meridium
APM data-
base for the
source ver-
sion.

The content
of your cus-
tomized data-
base for the
source ver-
sion.

Purpose of
Comparison

Allows you to
see the
changes that
Meridium,
Inc. has made
since releas-
ing the ver-
sion from
which you are
upgrading.

Allows you to
see how the
content of the
baseline data-
base for the
target version
compares to
the changes
you have
made in the
source ver-
sion.

Baseline Database Baseline Database

Customized Database Baseline Database

When to
Perform
Comparison

Before

upgrading

your data-
base.

Before

upgrading

your data-
base.
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Variable

The content
of your cus-

base for the
target ver-
sion.

tomized data-

Purpose of
Comparison

Allows you to
see how the
content of the
baseline data-
base for the
target version
compares to
the changes
you have
made in that
version.

Example

Customized Database
V3.5.0SP1LP

Baseline Database
V3.5.05P1LP

When to
Perform
Comparison

After upgrad-

ing your data-
base.
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About Accessing the Meridium APM Database Com-
parison Tool

The Meridium APM Database Comparison Tool can be accessed in two ways, depending
upon which type of comparison you want to initiate.

« If you want to compare the baseline Meridium APM database for the target ver-
sion to the database for the source version (either the baseline database or your
customized database), you must complete two steps:

1. Deploy the tool manually using the files on the distribution DVD.
2. Aocrcess the tool by running a file manually.

« If you want to compare the baseline Meridium APM database for the target ver-
sion to your customized database for the target version, the tool is deployed auto-
matically when you install the Meridium APM Application Server, so you can

access the tool via an option in the Configuration Manager.
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Deploying the Tool Manually

You will need to complete the following instructions if you want to compare the content
of the baseline Meridium APM database for the target version to the content of the data-
base for the source version (either the baseline database or your customized database).
For example, you would need to use these instructions to compare the baseline V3.5.0
database to your customized V3.4.5 database.

rIMPORTANT: You will need to complete these steps before you upgrade your
Meridium APM Application Server.

To deploy the Meridium APM Database Comparison Tool manually:
1. On the APM Application Server, create the following folders:

« C:\Meridium_Comparison
« C:\Meridium
« C:\Meridium\DbUpg

Note: The folder path C:\Meridium\DbUpg may already exist if you are upgrad-
ing from a previous version in which you did not delete this folder path after it
was created by the installer.

2. Insert the Meridium APM DVD, and navigate to the folder General
Release\Meridium APM Framework and Server Setup\Database\Database_Com-
parison.

3. Extract the contents of the file PreUpgradeComparisonReport.zip to the folder
C:\Meridium_Comparison.

4. Navigate to the folder C:\Meridium_Comparison\DbUpg, and copy the file MI_
DB_Master_<version>.zip, where <version> represents the target version to
which you are upgrading (e.g., MI_DB_Master_3500000.zip).

5. Paste the copied file to the folder C:\Meridium\DbUpg.
6. Navigate to the folder C:\Meridium_Comparison\Winmerge.
7. Double-click the file WinMerge-2.12.4-Setup.
The WinMerge Setup Wizard appears, displaying the Welcome screen.
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i@ setup - WinMerge ______________________________MEH

Welcome to the WinMerge Setup
Wizard

Thiz will ingtal “Winkderge 2.12.4 on vour computer.

[t iz recommended that you claze all other applications before
continuing.

Click Mest to continue, or Cancel bo exit Setup.

=
-

8. Click the Next button.

The License Agreement screen appears.

]',:.E! Setup - WinMerge !EI |
Licenze Agreement " R
GMU General Public License Ii

YWhen you are ready to continue with Setup, click Mext,

|F3NU GENERAL PUBLIC LICENSE i’

“Yergion 2, June 1991

Copyright (C) 1989, 1991 Free Software Foundation, Inc. 59 Temple
Place - Suite 330, Boston, MA 02111-1307, USA Everyone is
permitted to copy and distribute verbatirm copies of this license
document, but changing it is not allowed,

Preamble

The licenses for most software are designed to take away your
freedorm to share and change it. By contrast, the GMU General ﬂ

< Back I MHext » I Cancel |
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9. Read the license agreement, and if you accept the agreement, click the Next but-
ton.

Note: You cannot continue with the deployment process unless you accept the
license agreement.

The Select Destination Location screen appears.

f! Setup - WinMerge I =] |
Select Destination Location
wihere should \Winkerge be installed? =

Setup will install Winkerge into the following folder.

To continwe, click Mext. IF pou would ke to select a different folder, click Browse.

:%Program File: i Browse. .. |

At least 6.0 ME of free dizk space iz required.

¢ Back I Mext > I Carnicel

10. Accept the default location, and click the Next button.

The Select Components screen appears.

Confidential and Proprietary Information of Meridium, Inc. * Page 324 of 459



Deploying the Tool Manually

]in,zl Setup - WinMerge !E[ |

Select Components
W'hich components should be installed’? =

Select the components you want to ingtall; clear the components you do not want to
inztall. Click Mest when you are ready to continue.

‘winMerge Core Files 5.3 ME .
Filters 0.1 ME
O Pluginz 0.7 ME
[ Languages
- [ Bulgarian menus and dialogs 0.2 ME
- [ Catalan menus and dialogs 0.2 mMe
- [ Chinese [Simplified] menus and dialogs 0.2ME
- [ Chinese [Traditional) menus and dialogs 0.2 ME
- M1 Croatian menus and dialoas 02 Mg ]

Current gelection requires at least 6.1 MB of dizk zpace.

< Back I MHext = I Cancel |

11. Accept the default selections, and click the Next button.

The Select Start Menu Folder screen appears.

]',nE! Setup - WinMerge !EI |
Select Start Menu Folder
Where should Setup place the program's shorbouts? =

Setup will create the program's shortcutz in the fallowing Start Menu folder.

To continue, chck Mesxt. |f you would like to select a different folder, click Browse.

Browse... |

[~ Don't create a Start Menu folder

< Back I MHext » I Cancel
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12. Accept the default setting, and click the Next button.

The Select Additional Tasks screen appears.

]in,zl Setup - WinMerge

P S |

Select Additional Tasks
W'hich additional tazks should be performed’? =

Select the additional tazkz you would like Setup to perform while inztalling Winkderge,
then click Mext.

Optional Features:

¥ Enable Explorer contest men integration
[™ Add'winMerge folder to your system path
Additional izons:

[~ Create a desktop icon

¥ Create a Quick Launch icon

< Back I MHext = I Cancel

13. Accept the default selections, and click the Next button.

The Ready to Install screen appears.
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fls! Setup - WinMerge M= E3 |
Ready to Install
Setup iz now ready to begin installing ‘Winterge on vour computer, =

Click Inztall to continue with the installation, or click Back if you want to review or
change any settings.

Destination lacation: =
C:%Program Files [xB6]%Winkerge

Setup tupe:
Twpizal Inztallation

Selected components;
“Wintderge Core Files
Filters

Start Menu folder:
“Wintderge

i o

¢ Back I [rzkall I Cancel |

14. Click the Install button.

The installation process begins, and a progress bar appears. When the process is
complete, the Information screen appears.
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]i.:.zl Setup - WinMerge !E[ |
Information & |+
Pleaze read the following important infarmation before continuing. l:'

YWhen you are ready to continue with Setup, click Mext,

IWINMERGE -

"Winkderge iz an Open Source comparing and merging tool for Windows, Winkderge
can

compare both folders and files, presenting differences in a wisual text farmat

that iz easy to understand and handle, *Winkerge can be used az an external
differencing/meraging taal or az a standalone application.

wintderge has many helpful supporting features bo make comparing, spnchronizing,
and merging as easy and uzeful az pogszible. Several programming languages and
ather file farmatz are syntax-highlighted.

The latest Winterge version and “Winkd erge infarmation iz available at
hitp: /A winmerge. org/.

o [

15. Click the Next button.

The Completing the WinMerge Setup Wizard screen appears.

Boetwp-worerge  EEE

Completing the WinMerge Setup
Wizard

Setup haz finizhed instaling *Winkerge on your computer.

Click Finizh o exit Setup.

[ “iew the Winkerge Start Menu Folder
¥ Launch ‘Winkerge

=
-

< Back I Firnzh I
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16. Clear the Launch WinMerge check box, and click the Finish button.
The Meridium APM Database Comparison Tool is deployed successfully.

However, if you have deployed the Meridium APM Database Comparison Tool on
an Application Server that does not currently have the 64-bit version of the
Oracle.DataAccess component, you must also complete additional configuration
steps before running a pre-upgrade database comparison.

rIMPORTANT: Do not delete the folder C:\Meridium\DbUpg.

>
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Configuring the Application Server for a Pre-
Upgrade Database Comparison

Before running a pre-upgrade database comparison, on the Application Server, navigate
to C:\Windows\assembly to verify that the 64-bit version of the Oracle.DataAccess com-
ponent is installed. Install the 64-bit version of Oracle.DataAccess if needed.

If you are using an Oracle database, note the version number of the 64-bit version of the
Oracle.DataAccess component so that you can also modify the machine configuration
file to bind the 64-bit .Net Framework to the Oracle.DataAccess component:

1. On the Application Server, navigate to the folder C:\Win-
dows\Microsoft. NET\Framework64\V4.0.30319\CONFIG\.

2. Open the file machine.config in a text editor (e.g., Notepad).

3. Between the opening and closing <configuration> tags, add the following
content.
<runtime>

<assemblyBinding xmlns="urn:schemas-microsoft-com:as-
m.v1”>

<dependentAssembly>
<assemblyIdentify name="Oracle.DataAccess”
publicKeyToken="890483f429c47342" />

<bindingRedirect oldVersion="<Version Number
Noted Above>” newVersion=72.112.1.0" />

</dependentAssembly>

</assemblyBinding>

</runtime>
4, Save the file, and then close it.
5. Restart IIS.

At this point, you are ready to access the Meridium Database Comparison Tool manually
and to run a comparison against a pre-upgraded database.

Note: The machine.config file on the upgraded Application Server should not contain
this modification.
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Accessing the Tool Manually

You will need to complete the following instructions if you want to compare the content
of the baseline Meridium APM database for the target version to the content of the data-
base for the source version (either the baseline database or your customized database).
For example, you would need to use these instructions to compare the baseline V3.5.0
database to your customized V3.4.5 database.

rIMPORTANT: You will need to complete these steps before you upgrade your
Meridium APM Application Server. After you have upgraded your Meridium APM

Application Server, you should not access the tool manually. Doing so will cause the
comparison results to be invalid.

To access the Meridium APM Database Comparison Tool manually:
1. On the APM Application Server, navigate to the folder C:\Meridium_Comparison.
2. Double-click the file DatabaseReport.exe.

A message appears, asking if you want to allow DatabaseReport.exe to make
changes to your machine.

3. Click OK.

The Meridium APM Database Comparison Tool appears, displaying the Con-
nection Information screen.
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& ZMeridium APM Database Comparison Tool

Connection Information

Database Server Connection Information

Meridium Data Source

Merdium User Mame

Meridium Password

Source Version

Path to Database Upgrade content {.zip file)

Load Results | Mext | Exit | Help |

At this point, you can initiate a new database comparison or reload previous data-
base comparison results that were saved to a .ZIP file.
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Accessing the Tool From the Configuration Man-
ager

You will need to complete the following instructions if you want to compare the content
of the baseline Meridium APM database for the target version to the content of your cus-
tomized database for the target version. For example, you would need to use these

instructions to compare the baseline V3.5.0 database to your customized V3.5.0 data-
base.

To access the Meridium APM Database Comparison Tool through the Configuration
Manager:

1. On the APM Application Server, access the Configuration Manager as a Super User.

2. In the Configuration Manager, on the Tools menu, click Database Comparison Util-

ity.

The Meridium APM Database Comparison Tool window appears, displaying the
Connection Information screen.

dZMeridium APM Database Comparison Tool

Connection Information

Database Server Connection Information

Meridium Data Source

Meridium User Name

Meridium Password

Source Version

Path to Database Upgrade content (.zip file)

Load Results | Mext | Exit | Help |

At this point, you can initiate a new database comparison or reload previous data-
base comparison results that were saved to a .ZIP file.
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About the Meridium APM Database Comparison
Tool

The Meridium APM Database Comparison Tool allows you to compare databases to
identify differences between the content of those databases. You can access the tool
before upgrading your database or after upgrading your database, where the com-
parison options are different depending upon when you access the tool.

You can use the Meridium APM Database Comparison Tool to:

« Initiate a new database comparison. The options that are available in the tool
depend upon whether you are running the comparison against a pre-upgraded
database or an upgraded database.

_Or-
« Load results from a previous database comparison.

The Meridium APM Database Comparison Tool works like a builder, which contains two
screens, which are presented in the order in which they are presented in the following
list:

« Connection Information: Lets you specify the connection information to the data-
base whose content you want to compare against the content of the baseline data-
base for the target version.
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& ZMeridium APM Database Comparison Tool

Connection Information

Database Server Connection Information

Meridium Data Source

Merdium User Mame

Meridium Password

Source Version

Path to Database Upgrade content {.zip file)

Load Results | Mext | Exit | Help

« Comparison Details: Lets you run the comparison to see information about the
difference between the content of the two databases that you are comparing.
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d@#EMeridium APM Database Comparison Tool

Comparison Details

- Summary Information

Comparison From: User: Last Comparison Time: ml
3500000 to 3500100 MAYBERRY \aduncan 12/19/2012 12:18 PM Save Results |
Export |
615 differences found.
Upgrade Comparison
Item MName w Item Path v Type +w Baseline Changes Custom Chanages
Maintenanceltem_CHF Public\Rules Library\Meridium\Asset Stri Rule Library ° -
[Maintenanceltern_EM Public\Rules Library\Meridium\Asset Stri Rule Library ®
MaintenancePlan_EM Public\Rules Library\Meridium\Asset Stri Rule Library ®
MI_InspectionTasksUpdate PublichRules Library\Meridium'\Strategy | Rule Library o
|Motification_CHF Public\Rules Library\Meridium\Asset Stri Rule Library ®
|ObjectListltem_CNF Public\Rules Library\Meridium\Asset Stri Rule Library ®
TaskList_CNF Public\Rules Library\Meridium\Asset Stri Rule Library ®
TaskList_EM PublichRules Library\Meridium‘Asset Stre Rule Library o
|MI Security User Public\Rules Library\Meridium\Root Entit Rule Library ®
[MI_EQUIPOOOD Public\Rules Library\Meridium\Root Entit Rule Library ®
MI_FNCLOCOO Public\Rules Library\Meridium\Root Entit Rule Library ®
MI_IMPACTCD PublichRules LibraryyMeridium‘Root Entit Rule Library ®
[MI_MRBIANAL PublichRules Library'Meridium\Root Entit Rule Library ®
[MI_OPR_AL_VL PublictRules Library'\Meridium‘Root Entit Rule Library ® =
Back Exit Help

On this screen, you can also:

m Save the results to a .ZIP file, which can be reloaded into the tool later via the Con-
nection Information screen.

m Export the results to an Excel file.
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Running the Comparison Against a Pre-Upgraded
Database

These instructions assume that you want to compare the content of the baseline data-
base for the target version against the content of the baseline or customized database
for the source version (e.g., comparing the V3.5.0 baseline database content against
V3.4.5 baseline or customized database content).

rIMPORTANT: The comparison process can take an hour or longer, depending upon
the size of the databases being compared, available memory, and other factors. After
you start the process, you should not close the progress window unless you want to
stop the comparison process. You can continue working in other windows while the
process is running.

To run the comparison:

1.

Access the Meridium APM Database Comparison Tool.

The Meridium APM Database Comparison Tool appears, displaying the Con-
nection Information screen.

#ZMeridium APM Database Comparison Tool

Connection Information

Database Server Connection Information

Meridium Data Source

Meridium User Name

|
Meridium Password
|

Source Version

Path to Database Upgrade content {.zip file)

Load Results | Mext Exit Help
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2.

In the Meridium Datasource text box, type the name of the data source that you
want to use in the comparison.

In the Meridium User Name text box, type the User ID for a Security User that can
log in to the specified data source.
Note: The specified Security User must be a Super User.

In the Meridium Password text box, type the password associated with the spe-
cified Security User. The characters you type will be replaced with the character .
For example, the password TEST would appear like this:

Merdium Password

In the Source Version text box, type the database version for the database that
you want to use in the comparison. You must type the version in the format
XXXYyyzz, where:

« XXX is a three-digit number representing the main version.

« Yy is a two-digit number representing the service pack version, if applicable.
If the service pack version is a single digit, you must prepend zero (0) to it. If
there is no service pack version, you must type 00.

« 2z is a two-digit number representing the hot fix version, if applicable. If the
hot fix version is a single digit, you must prepend zero (0) to it. If there is no
hot fix version, you must type 00.

For example, the database version number for V3.3.2SP2HF1 would be 3320207.

@ | do not know my database version.

If you do not know the main version, service pack version, and hot fix version of
your database, you can find it by using either of the following methods:

Run the following query against the database:
Select mod|_ver_nbrfrom mi_modules where mod|_nm = 'Meridium Core’

In the Configuration Manager, on the About Meridium APM window (accessed
from the Help menu), for the Meridium APM Framework Tools license, locate the
value in the Version column. The database version you should type in the Source
Version text box is this version number without the periods.

Meridium APM Framework Tools 3.5.0,0100 10/17/2012 11:23:26 PM ACTIVE

In the Path to Database Upgrade content text box, if a path is provided, confirm
that it is the correct path.

_Or-

If a path is not provided, type the appropriate path.
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The path identifies the location of the baseline database content file (e.g., mi_db_
master_3500000.zip) for the version to which you are upgrading. The default path
is C:\Meridium\DbUpg, but this path could have been changed manually via the
Meridium APM Server and Add-ons installer when the Meridium APM Application
Server was installed or upgraded.

7. When you are finished specifying connection information, click the Next button.

The Comparison Details screen appears.

g@zEMeridium APM Database Comparison Tool _ O}

Comparison Details

~Summary Information

Comparison From: User: Last Comparison Time: ml
3500000 to 3500100 MAYBERRY \aduncan 10/25/2012 9:32 AM Save Results
Export |
Upgrade Comparison
Item MName Item Path Type  Baseline Changes Custom Changes
Back | Exit Help

The following information appears in the Summary Information section:

« Comparison From: The database versions that will be compared, using the
format:

<variable version> to <target version>

...where:

m <variable version> is the version of the database that you are comparing to the

baseline target database (specified in the Source Version text box on the Con-
nection Information screen).

m <targetversion> is the version of the database to which you are upgrading
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(determined by the file that you specified in the Path to Database Upgrade con-
tent text box on the Connection Information screen).

« User: The credentials of your Windows user.

« Last Comparison Time: The date and time on which the database comparison
for this database was last run. If the comparison has never been run for this
database, the current date and time is displayed.

8. Click the Run Comparison button.

A progress bar appears.

Unzipping DataArchitecture Folder...

A command prompt window then appears, displaying the progress of the com-
parison process.

4 # A Meridiunn_Comparison', ContentGener ationUtility.exe

arsing MI_PIF_REU StateConfiguration
ar=ing MI_PIF_REU States
arsing MI_PIF_REU Operations
arsing MI_PIF_REU Roles
arzing MI_PIF_REU Fields
arsing MI_PIF_REU Datazheets
arsing MI_POLRECOM Families
arsing MI_POLRECOM FamilyDataFilters
arsing MI_POLRECOM FamilyReports
arsing MI_POLRECOM StateConfiguration
arsing MI_POLRECOM States
arsing MI_POLRECOM Operations
arzing MI_POLRECOM Roles
i MI_POLRECOM Fields
MI_POLR Datazheets
arsing MI_FPRE Families
arsing MI_FPRE FamilyDataFilters
ar=ing MI_PRE FamilyReports
arsing MI_PRE StateConf iguration
arsing MI_FPRE States
i MI_FRE Operations
MI_FRE Roles
MI_PRE Fields
MI_FRE Datazheets

When the process is complete, the command prompt window closes auto-
matically, and the comparison details appear in the Upgrade Comparison section
of the Comparison Details screen of the Meridium APM Database Comparison
Tool.
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g @ Meridium APM Database Comparison Tool

Comparison Details

=~ Summary Information

Comparizon From: User: Last Comparison Time: Run Comparisan

3430000 to 3500000 MAYBERRY\aduncan 11/20/2012 11:54 PM Save Results

2053 differences found.
Upgrade Companson

| Item Name ~ [Item Path ~ Type ~ Baseline Changes  Custom Changes
[o2vakima Public\Meridium\Modules\Metrics Man: Metrics View 5’
[02Al Customers Public\Meridium\Modules\Metrics Man: Metrics View

03Media Type (All Media) Public\MeridiumiModules\Metrics Man: Metrics View

gavearly Income (All Yearly Income Public\Mendium\Modules\Metrics Man: Metrics View
0S5Marital Status (All Marital Status’ Public\Meridium\Modules\Metrics Mani Metrics View

OECity (CA) PubliciMerndium\Modules\Metrics Man: Metrics View
07Store Sqft PubliciMeridiumiModulesi\Metrics Man: Metrics View
|2005 Customer View Public\Meridium\Modules'\Metrics Man: Metrics View
2005 Customer View Only Public\Meridium\Modules'Metrics Man: Metrics View
|2008 Highlight Table Public\Meridium‘Modules\Metrics Manz Metrics View

2008 Legend Displayed In as Meas. Public\MerdiumiModules\Metrics Man: Metrics View

2008 No Measure - Legend and Rov Public\MerndiumiModules\Metrics Manz Metrics View

2008 One Measure - On LegendCol Public\Mendium\Modules\Metrics Man: Metrics View

|Action Test Case Public\Meridium\Modules'\Metrics Man: Metrics View |
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Running the Comparison Against an Upgraded Data-
base

These instructions assume that you want to compare the baseline database for the tar-
get version against your customized database for the target version (e.g., comparing the
V3.5.0 baseline database against a V3.5.0 customized database). You can complete these
instructions only if you previously ran the Meridium APM Database Comparison Tool
against the pre-upgraded database.

rIMPORTANT: The comparison process can take an hour or longer, depending upon
the size of the databases being compared, available memory, and other factors. After
you start the process, you should not close the progress window unless you want to
stop the comparison process. You can continue working in other windows while the
process is running.

To run the comparison against an upgraded database:

1. Access the Meridium APM Database Comparison Tool.

The Meridium APM Database Comparison Tool window appears, displaying the
Connection Information screen. Except for the Path to Database Upgrade Content
text box, all text boxes are read only and are populated with information about
the database that you logged into when you accessed the Configuration Manager
application.
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& ZMeridium APM Database Comparison Tool

Connection Information

Database Server Connection Information

Meridium Data Source

Merdium User Mame

Meridium Password

Source Version

Path to Database Upgrade content {.zip file)

Load Results | Mext | Exit | Help

2. In the Path to Database Upgrade content text box, if a path is provided, confirm
that it is the correct path.

_or_
If a path is not provided, type the appropriate path.

The path identifies the location of the baseline database content file (e.g., mi_db_
master_3500000.zip) for the version to which you are upgrading. The default path
is C:\Meridium\DbUpg, but this path could have been changed manually via the
Meridium APM Server and Add-ons installer when the Meridium APM Application
Server was installed or upgraded.

3. Click the Next button.

The Comparison Details screen appears.
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Z=ZMeridium APM Database Comparison Tool

Comparison Details

Summary Information

Current Version: User: Last Comparison Time: LT SITEENELT |
3500100 MAYBERRY \aduncan 12/20/2012 3:11 PM Save Results
Export |

Upgrade Comparison

Item Mame Item Path Type  Custom Changes

Back | Exit Help

The following information appears in the Summary Information section:

« Current Version:The version of the database that you logged in to when you
accessed the Configuration Manager.

« User: The credentials of your Windows user.

« Last Comparison Time: The date and time on which the database comparison for
this database was last run. If the comparison has never been run for this data-
base, the current date and time is displayed.

4. Click the Run Comparison button.

A command prompt window appears, displaying the progress of the comparison
process. In addition, a message and progress bar appear, indicating that the sys-
tem is collecting database content.

Confidential and Proprietary Information of Meridium, Inc.  Page 344 of 459




Running the Comparison Against an Upgraded Database

IRoot j Family Information

*MI Recommendation Management
Export completed for Role Assignment 'MI Recommendation
Exporting Role Assignment ‘MI SI8 Administrator’.

Exporting Role Assignment ‘MI SIS Engineer’.

Export completed for Role Assignment *HMI 818 Engineer’.
Exporting Role Assignment *8C Recommendation Management
Export completed for Role Assignment '5C Recommendation

Exporting Role Assignment *8C Recommendation Management
Export completed for Role Assignment *8C Recommendation
Export of Role Assignment.
Starting export of Entity.

of

of entites of Family MI Device started.

of entites of Family MI Device completed.

of entites of Family MI Dewvice Data Presentation
of entites of Family MI Device Data Presentation
of entites of Family MI Device Mapping started.

of entites of Family MI Device Mapping completed.

of entites of Family MI Device Mapping Family started.
of entites of Family MI Device Mapping Family completed.
of entites of Family MI Device Mapping Field started.

User’ .
Management User’.

Export completed for Role Assignment 'MI 518 Administwatow’ .

Implementer’ .

Management Implementer’ .

Reviewer’ .
Management Reviewer’.

entites of Family MI Analysis Services Cube started.
of entites of Family MI fAnalysis Bervices Cube completed.

started.
completed.

Product Module

[ (]

23 Commodity Pricing
{23 Conditional Alerts
423 Confirmation
43 Consequence Modifier
{23 Data Mapping Column-Field P:
a Data Mapping Group
a Draka Mapping Cuery
[#1-423) Dakapoint
[#-£9 Dakapoint Measurement
[-“23 Degradation Mechanisms
#1423 Devices
@ Darnain
43 Element Simulation Result
#1423 Engineering Models
@ Equiprment
423 Evert
--£23) Execution Mapping
[-424 Field Mapping
423 Finding
423 Functional Location
[#-£3 Functional Systems
423 Functional Test Detail
423 Generation Company
@ Generation Forecask

Collecting custom Database content.

| 1

rn = -

T
Entity Family IReIat\onshiE Farnily I 'I

When the process is complete, the command prompt window closes auto-
matically, and the comparison details appear in the Upgrade Comparison section
on the Comparison Details screen of the Meridium APM Database Comparison

Tool.
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Saving the Results to a .ZIP File

If you save comparison results to a .ZIP file using the following instructions, you can
reload those results at a later time. These instructions assume that you have already
launched the Meridium APM Database Comparison Tool manually or from the Con-
figuration Manager.

To save comparison results to a .ZIP file:
1. On the Comparison Details screen, click the Save Results button.

The Select file to save result window appears. The folder path is set by default to

C:\Meridium\DbUpg.

. e |

AT

. = Local Disk (C:) = Meridium - Dblpg - - l‘z_lll Search DbUpg O]

Organize *  Mew folder =S ﬂl

" Favorites = Mame - | Date madified | Type
*

B Desktop | DatabaseReportLog 11f20/2012 10:16 PM  File folder
& Downloads 1, MI_DE_Master_3500000 8/21/2012 5112 PM Compressed (zif
=l Recent Pl
a ROCENLHIaces 1 Results 11/20{2012 11:55PM  Compressed (=i

= Libraries
3 Docurments
J”- Music
= Pickures

E Videos

1M Computer

l‘-.E:r.. Local Disk {2

€W Metwork j ‘I I

File name: I |

Ll |

Save as tvpe: IZip Packages *.zip

& Hide Fu:uldersl Save Cancel |

2. If you want to save the results to a location other than C:/Meridium/DbUpg, nav-
igate to the location where you want to save the results.

In File name text box, type a name for the .ZIP file.

4. Click the Save button.
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The results are saved to the .ZIP file with the specified name in the specified loc-
ation.
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Reloading Previous Comparison Results

If you have saved previous comparison results to a .ZIP file, you can reload those results
using the following instructions. These instructions assume that you have already
launched the Meridium APM Database Comparison Tool manually or from the Con-
figuration Manager.

To reload previous comparison results:
1. On the Connection Information screen, click the Load Results button.

The Select export of result window appears. The folder path is set by default to
C:\Meridium\DbUpg.

@@ 5elect export of result | x|

. = Local Disk (C:) = Meridium - Dblpg - - lﬂ_‘_]JI Search Dblpg O]

. N |

AT

Organize *  Mew Folder = = [ ﬂ

[ Favoarites Marme | [Dake modified | Type

B Desktop | DatabaseReportLog 11/20/2012 10:16 PM  File Folder
& Downloads 1) MI_DE_Master_3500000 8/21/2012 5112 PM Compressed (zif
Sl pecent P
a ROCENL Hlaces 1 Results 11/20{2012 11:55PM  Compressed (=i

= Libraries
3 Docurnents
.J”- rusic
k= Pictures

ﬁ Wideos

1M Computer

.“-ET.. Local Disk {2}

E‘i_‘ Metwark,

1| | i
File name: || j IZiP Packages “.zip j

Open Cancel |

2. If the results that you want to reload are stored in a location other than C:./Meridi-
um/DbUpg, navigate to the location containing the exported results.

3. Select the .ZIP file containing the results that you want to reload, and click the
Open button.
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The Loading results message appears, displaying a progress bar indicating the pro-
gress of the loading process.

Loading results...

i

When the process is complete, the comparison results appear on the Comparison
Details screen.
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g @ Meridium APM Database Comparison Tool

Comparison Details

=~ Summary Information

Comparizon From: User: Last Comparison Time: Run Comparisan

3430000 to 3500000 MAYBERRY\aduncan 11/20/2012 11:54 PM Save Results

2053 differences found.
Upgrade Companson

| Item Name ~ [Item Path ~ Type ~ Baseline Changes  Custom Changes
[o2vakima Public\Meridium\Modules\Metrics Man: Metrics View 5’
[02Al Customers Public\Meridium\Modules\Metrics Man: Metrics View

03Media Type (All Media) Public\MeridiumiModules\Metrics Man: Metrics View

gavearly Income (All Yearly Income Public\Mendium\Modules\Metrics Man: Metrics View
0S5Marital Status (All Marital Status’ Public\Meridium\Modules\Metrics Mani Metrics View

OECity (CA) PubliciMerndium\Modules\Metrics Man: Metrics View
07Store Sqft PubliciMeridiumiModulesi\Metrics Man: Metrics View
|2005 Customer View Public\Meridium\Modules'\Metrics Man: Metrics View
2005 Customer View Only Public\Meridium\Modules'Metrics Man: Metrics View
|2008 Highlight Table Public\Meridium‘Modules\Metrics Manz Metrics View

2008 Legend Displayed In as Meas. Public\MerdiumiModules\Metrics Man: Metrics View

2008 No Measure - Legend and Rov Public\MerndiumiModules\Metrics Manz Metrics View

2008 One Measure - On LegendCol Public\Mendium\Modules\Metrics Man: Metrics View

|Action Test Case Public\Meridium\Modules'\Metrics Man: Metrics View |
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Aspects of the Comparison Results Grid

When you perform a database comparison, the results appear in a grid on the Com-
parison Details screen of the Meridium APM Database Comparison Tool.

dEMeridivm APM Database Comparison Tool
Summary Information I
Comparison Fram: User: Last Comparison Time: it i
3500000 to 3500100 MAYBERRY \aduncan 2/1/2013 10:13 AM Save Results
Export
622 differences found.
Upgrade Companson

Item Name Item Path » Type ~ Baseline Changes  Custom Changes

IntegrationInterfaces Public\Rules Library\Mendium'\SAPInterf Rule Library . -

MacroSamples Public\Rules Library\Meridium\Samples Rule Library .

Maintenanceltem_CNF Public\Rules Library\Meridium'Asset Stri Rule Library .

Maintenanceltem_EM Public\Rules Library\Meridium\Asset Stri Rule Library e

MaintenancePlan_EM Public\Rules Library'\Meridium\Asset Stri Rule Library »

Maximolnterfaces Public\Rules Library\Meridium\CMMSInt: Rule Library .

MaximoWorkHistoryDetail Public\Rules Library\Merdium \CMMSInt: Rule Library .

MI_InspectionTasksUpdate Public\Rules Library\Meridium\Strategy | Rule Library .

Haotification_CNF PublichRules Library\Meridium\Asset Stri Rule Library .

ObjectListItem_CMNF Public\Rules Library\Meridium\Asset Stri Rule Library .

TaskList_CNF PublichRules Library\Meridium\Asset Str: Rule Library .

TaskList_EM Public\Rules Library\Meridium\Asset Str: Rule Library .

MI Recommendation PublictRules Library\Meridium‘\Root Entit Rule Library .

MI Security User PubliciRules Library\Meridium\Root Entit Rule Library & ll
Back | et | Help |

The grid contains the name of each item that was identified as different during the com-
parison process. You can determine the general difference using the Baseline Changes
and Custom Changes columns. You can click any hyperlink in the ltem Name column to
display more detailed comparison results using WinMerge.

The comparison results grid contains the following columns:

. Item Name: The name of the item that was identified as different during the com-
parison process. You can determine the general difference using the Baseline
Changes and Custom Changes columns. You can click any hyperlink in the Item
Name column to display more detailed comparison results using WinMerge. The
detailed comparison results are best understood through an example.

« Item Path: If the item is a Catalog item, this column displays the Catalog folder
path. If the item is not a Catalog item, this column repeats the item name.

« Type: The type of item that was identified as different during the comparison
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process.

« Baseline Changes/Custom Changes: Contain black circles indicating that changes
exist between the compared databases. In general, the Baseline Changes column
contains a black circle if the baseline item has changed. Likewise, the Custom
Changes column contains a black circle if you have made custom changes to the
baseline item or the item does not exist in your pre-upgrade database.

The following table illustrates the possible combination of dots per item and
explains how you can interpret those combinations.

Baseline Custom

Changes Changes Explanation Example
The baseline item has You are upgrading from V3.4.5
changed between the two ver- to V3.5.0.
>1ons. In V3.5.0, the baseline family
. -and- Asset Strategy was modified.
The item in your pre- You have not modified this
upgrade database is the family in your V3.4.5 database.
same as the item in the
baseline database.
The baseline item has not You are upgrading from V3.4.5
changed between the two ver- to V3.5.0.
sions. . .
The baseline query Reading
-and- History has not been modified
* o between V3.4.5 and V3.5.0.
There is difference between
the baseline version of this  You have modified this query
item and the item in your inV3.4.5.
pre-upgrade database.
The baseline item has You are upgrading from V3.4.5
changed between the two ver- to V3.5.0.
sions or is new to the later )
version. In V3.5.0, the basellne' query
Asset Query was modified.
. . and You have modified this query
There is a difference in V3.4.5.
between the baseline version
of this item and the item in
your pre-upgrade database,
or this item does not exist in
your pre-upgrade database.
Note that:
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« The Baseline Changes column appears only if you ran the comparison against a
pre-upgraded database (e.g., you are comparing a V3.4.5 database to the baseline

V3.5.0 database).

« The Custom Changes column appears if you ran the comparison against a pre-
upgraded database (e.g., you are comparing a V3.4.5 database to the baseline
V3.5.0 database) or an upgraded database (e.g., you are comparing a customized

V3.5.0 database to the baseline V3.5.0 database).

You can click any column header to sort the results by the values in that column. If the
results are currently sorted in ascending, alphanumeric order, clicking the column
header will resort the results in descending, alphanumeric order, and vice versa.

You can also filter the results by clicking the , button in any column header and then
selecting the value by which you want to filter the results. For example, to see only quer-
ies in the results, you would click the , button in the Type column heading and select
the Query check box, as shown in the following image.

[+ are in These

I Entity Family

r Groups

[ Preferences

¥ query

[ Relaticnship Family
[~ Report

[ Rule Library

[T systemCodes

[ uUsers

[ Mot in These

[ Entity Family

r Groups

[ Preferences

I~ Query

[ Relationship Family

[~ Report

[ Rule Library

[ systemCodes
Users

™ Text Searchin aq

Search Type: | Fauals

—

Find : |

The result would then contain only queries, as shown in the following image.
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Item Name

~ Item Path

v Type

i~} Baseline Chan

Custom Chang

Alert Trend Alert Data
Alert Trend Alert Data
Alert Trend Alert Data by Asset

Alert Trend Alert Data by Asset

Alert Trend Data

Alert Trend Data

Alert Trend Data by Asset

Alert Trend Data by Asset

Alert Trend Data by Asset and Event Description

Alert Trend Data by Asset and Event Description

All Inspection Records

After you apply a filter, it will be displayed below the results, as outlined in red in the fol-

lowing image:

(API REI Analysis
ASSET_GROUP_LOOKUP
ASSET_NUMBER_LOOKUP

Available Recommendations

Equipment Taxonomy Query

Baseling\Meridium'\Modules\AMS Asset Portal\Quer Query
Public\Meridium‘\Modules\AMS Asset Portal\Querie: Query
Baseline\Mendium'Modules\AMS Asset Portal\Quer Query
Public\Meridium‘Modules\AMS Asset Portal\Querie: Query
Baseline\Mendium'Modules\AMS Asset Portal\Quer Query
Public\Meridium‘\Modules\AMS Asset Portal\Querie: Query
Baseline\Meridium'\Modules\AMS Asset Portal\Quer Query
Public\Meridium‘\Modules\AMS Asset Portal\Querie: Query
Baseline\Mendium'Modules\AMS Asset Portal\Quer Query
Public\Meridium‘\Modules\AMS Asset Portal\Querie: Query

Baseline\Meridium'\Modules\Inspection\Document  Query

Public\Meridium'Modules\API RBI Connector\Queri Query
Public\Meridium'\Modules\CMMS Integration Interf: Query
Public\Meridium'Modules\CMMS Integration Interf: Query
Public\Meridium'\Modules\Recommendation Manag Query

Baseline\Meridium'\Modules\Core\Queries\Equipme Query

| _I v ItemType=Cuery |

You can remove a filter by clicking the i button below the grid.

Back Exit

Help
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Viewing Detailed Differences in WinMerge

From the comparison results grid, for any item in the grid, you can access a detailed
comparison of the differences between that item in your customized pre-upgraded data-
base and the baseline database for the target version. The detailed differences will be
displayed in WinMerge. Information on using WinMerge exceeds the scope of the
Meridium APM documentation but can be found in the WinMerge Help system.

To view detailed differences for an item:

1. In the comparison results grid, click the hyperlinked item name for the item
whose differences you want to view.

The Difference Details screen appears.

d@Meridiuom APM Database Comparison Tool

Difference Details

Changes Details
Full Path Integrationlnterfaces

Content Type :  Rule Library

Bazeline Changes :

Message Baseline 3500000 Baseline 3500100 Difference Type
|c0de Items for InterfaceUtility difi New\ProjectFiles\IntegrationInterd Old\ProjectFiles\Integrationinterfz Modified

Custom Changes :
Message Custom 3500000 Baseline 3500100 Difference Type

Close

2. If differences are referenced in the top section, click the Baseline Changes link.
-or-
If differences are referenced in the bottom section, click the Custom Changes link.
The following screens appear on separate tabs:

« On this screen, the XML code for the item exists in one file per version (e.g., an
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entity family).
-}erl"h:rrjr = [MI_EWCALIBR.<ml - MI_EVCALTER, =]
| § Bl Ede Wew Blergs Took Plugnd Window Hsb =181 x|
| v iE] B & L7 P @
MI_EVTALIBR yand - MI_EVCALIBR sl |
lecationPane BN OYBELNZ_Faribessh1_EnkyFacmiies
r "lrxml verzion="1.0" standalone="ve|[<7xml version="1.0" standalone="y¢=

<MI EVCALIER> £HI EV
ma id="MI_EVCALIBR" xmlr =
ume="MI_ EVCALIBR'

CALIBRZ>
I a 1d="HI_EWVCALIBR"™ xmlr
me="MI_EVCALIER'

irs="0" n

“Inforn

“xg:aelamant name LHE I alaman name="=

1 | e | _rJJ/
Lne 1 Col: 1/33 Ch: 13 RO 1m2 Win Ln: 1 Col: 1/39 Ch: 139 RO 122 Win

| »

[z Deferences Found | &

« On this screen, the item exists in multiple files per version (e.g., a query), which
you can use to select the two specific files that you want to compare.

-}erl"h:rrjr = [Equapiment Takonamy Query Files', - Buipment Taxonomy Query Filles' ]

dEle Ede ¥ew Merge Took Pugns Windw Help =181 %]
& v BaEP 2] @

Exquipmasnt Tasoncy Quedy Fies®, - Euipment Tazonomy Query Fi., |

IS i, . ISO000ONTELRE _CatalogTianeal ] Ousrisd'(Equpsnant Taxonon

=

U Equipment Taxomonmy Cusry-2536580, migfmt Lkt ety - Mericiuen| Db oDt shasaR mpor kLo Dak sdrchitecburs| Custa
o Expuiprivent Taxonory Query 2536560, Uy Lt oandy: C:Mariachuen| DbUDg Dt sbaseR aportLog] Dk aduchibecturel Custa
] Equipment, Taxonomy Cuery-2536581 .migfmt Right onky: C-Meridum|DblipgiDatabaseR eportLogDat afrchitechune| 3500
_' Ecuiprest Taxodom: Qusry-2538581 . mighsc Fight oy C:Meridum|DblipgiDst shasaR spcekLogl Dt sbckitecbuns] 7500
L Expuiprment Tazxomoy Query-2536581 . mguery Right ondy: CoMeridum|DbUpgI Dt shaseReportLog|Dat shnchitecbune] X500

3. On the screen displaying the detailed differences, scroll through the differences
using WinMerge tools.
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4. On the screen allowing you to select the two specific files that you want to com-
pare, select the two files, press the right mouse button, and click Compare.

Filename
.

< | Available Recommendations-2248558, miqfmt
<] Awailable Recommendations-2248558 migloc
’ iy 'ailal:nln= i

Jﬂammmmw&mw«m =18 x|
D = & & £ ¥ = @
w_m_ EW*”WW'M‘*WWW Eviaer | Sarimn |
[—— Er..scr [HI Equzpunn] EHTY_HE:Y, [H:I ssu:::'r [HI_EDUIPDI]I]].ENTY_]‘:EY
FROM [HI_EQUIP0OD] FROM [MI_EQUIPOOO0)

WHERE ((IsNull ([MI EQUIPDO0OD].[SC_E|WHERE (I=Hull ([MI EQUIPODOD].[SC_E(

EN | L3 | EY IS v 4
Lnc 1 Col: 1794 Che 1734 RO UTF-B(E) Win Ln: 1 Col: 1/30 Ch: 1530 RO UTF-8(E} Wi
x
i | x|
Femacky 2 Diferences Found Tl P
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Example: You Have Modified a Baseline Query

The following example assumes that:

« You are upgrading from V3.5.0 to V3.5.0 SP1 LP.

« You have launched the Meridium APM Database Comparison Tool manually for
the purposes of comparing your V3.5.0 database against the baseline V3.5.0 SP1
LP database.

Suppose that in your V3.5.0 database, you modified the baseline query Available Recom-
mendations, which exists in the Catalog folder \\Public\Meridi-
um\Modules\Recommendation Management\Queries.

The SQL code of baseline query looks like this:

SELECT MI_SM_STATES.SMST_CAPTION_TX "Current State", [MlI Recommendation].[MI_
REC_ID] "Recommendation ID", [Ml| Recommendation].[MI_REC_TYPE_CHR] "Recom-
mendation Type", [MI Recommendation].[MI_REC_SHORT_DESCR_CHR] "Recom-
mendation Headline", [MlI Recommendation].[MI_REC_LONG_DESCR_TX]
"Recommendation Description”, [MI Recommendation].[MI_REC_ASSET_ID_CHR] "Asset
ID", [MI Recommendation].[MI_REC_ANALY_ID_CHR] "Analysis ID", [MI Recom-
mendation].ENTY_KEY "ENTY_KEY", [MI Recommendation].FMLY_KEY "FMLY_KEY"
FROM [MI Recommendation] JOIN MI_FMLY_SMSM_RELS ON [MI Recom-
mendation].FMLY_KEY = MI_FMLY_SMSM_RELS.FMLY_KEY JOIN MI_SM_STATES ON MI_
FMLY_SMSM_RELS.SMSM_KEY = MI_SM_STATES.SMSM_KEY AND [MI Recommendation].
[MI_SM_STATE_ID_C] = MI_SM_STATES.SMST_ID

WHERE MI_FMLY_SMSM_RELS.FMSM_STAT_IND ="A'

AND MI_SM_STATES.SMST_STAT_IND ="A'

The SQL code of the modified query looks like this, where the customization is colored
blue:

SELECT MI_SM_STATES.SMST_CAPTION_TX "Current State", [Ml Recommendation].[MI_
REC_ID] "Recommendation ID", [MI Recommendation].[MI_REC_TYPE_CHR] "Recom-
mendation Type", [MI Recommendation].[MI_REC_SHORT_DESCR_CHR] "Recom-
mendation Headline", [MI Recommendation].[MI_REC_LONG_DESCR_TX]
"Recommendation Description”, [MI Recommendation].[MI_REC_ASSET_ID_CHR] "Asset
ID", [MI Recommendation].[MI_REC_ASSET_DESCR_C] "Asset Description", [MI Recom-
mendation].[MI_REC_ANALY_ID_CHR] "Analysis ID", [MI Recommendation].ENTY_KEY
"ENTY_KEY", [MI Recommendation].FMLY_KEY "FMLY_KEY"

FROM [MI Recommendation] JOIN MI_FMLY_SMSM_RELS ON [MI Recom-
mendation].FMLY_KEY = MI_FMLY_SMSM_RELS.FMLY_KEY JOIN MI_SM_STATES ON (MI_
FMLY_SMSM_RELS.SMSM_KEY = MI_SM_STATES.SMSM_KEY AND [MI Recommendation].
[MI_SM_STATE_ID_C] = MI_SM_STATES.SMST_ID)

WHERE (MI_FMLY_SMSM_RELS.FMSM_STAT_IND ="'A' AND MI_SM_STATES.SMST_STAT_
IND ="A")
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The query design of the customized query includes the Asset Description field, which
does not appear in the query design of the baseline query, shown in the following

image.

Field
Alias
Table

Current State
MI_SM_STATES

SMST_CAPTIO... ¥ ===

[Recommendation 1D]
Recommendation 1D

[Recommendation]

[Recommendation Ty... | [Recommendation He... | [Recommendation De... | [Asset ID]

Recommendation Type |Recommendation He...

[Recommendation] [Recommendation]

Sort
Sort Index

Indude
Display
Hyperlink meridium: /fregistry/fr...

Criteria

Or

Recommendation De. ..

[Recommendation]

AssetID

[Recommendation]

[Asset Description]
Asset Description

[Recommendation]

Q=

[Analysis ID]
Analysis ID

[Recommendation]

In this scenario, in the comparison results of the Meridium APM Database Comparison
Tool, you would see a row for the Available Recommendations query:

. Item Name w= [tem Path

v Type

W

Baseline Changes

Custom Changes

Availlable Recommendations

...where:

Pubbc\Mendivm\Modules\Rec Query

« The Item Name column contains the name of the query, Available Recom-

mendations.

« The Item Path column contains the path to the Public Catalog item.
« The Type column contains the value Query.

« The Baseline Changes column is empty because the baseline query has not been
modified between V3.5.0 and V3.5.0 SP1 LP.

« The Custom Changes column contains a black circle because you have modified
the query such that it does not match the same query in the baseline V3.5.0 SP1

LP database.

If you were to click the hyperlinked item name, the following window would appear.
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dEMeridinam APM Database Comparison Tool

Difference Details

Changes Details
Full Path : Available Recommendations

Content Type :  Query

) Bazelins Chanq 8% ¢
Message Baseline 3500000 Baselne 3500100 Difference Type

Custom Changes :

Message Custom 3500000 Baseline 3500100 Difference Type
Catalog item's (Available Recomn SELECT MI_SM_STATES.SMST_C SELECT MI_SM_STATES.SMST_C Modified -
FROM [MI Recommendation] JOII FROM [MI Recommendation] 1011
WHERE (MI_FMLY_SMSM_RELS.F WHERE MI_FMLY_SMSM_RELS.F!
AND MI_SM_STATES.SMS5T_S
Catalog item’s (Available Recomn <?xml version="1.0" encoding=" <?xml version="1.0" encoding=" Modified
< DesgnLayout xmins:xsa="hitp:; <DesignLayout wmins:xsi="hitp:,

< DisplayOffset> <DisplayOffset>

<X =0< X =¥>0</K>

=¥ e-202Y 2¥>0<v>
</ DisplayOffset> </DisplayOffset> j
wTablai sasnasben e Fakblai sumobes

Close I

On this window, the Baseline Changes section is empty because the baseline query has
not been modified (i.e., the Baseline Changes column on the previous screen was
empty).

The Custom Changes section contains two rows:

« One row represents the change to the SQL code.
« One row represents the change to the query layout itself.

If you were to expand the Message column, you would see the following messages in
each row:

Message
Catalog item's (Available Recommendations) Source property has been changed.

Catalog item's (Available Recommendations) Layout property has been changed.
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The first message, referencing the source property, identifies the change to the SQL
code. Alternatively, the second message, referencing the layout property, identifies the
changes to the query layout itself.

In the first row, the Custom 3500000 column provides the SQL code of the customized
V3.5.0 query, and the Baseline3500100 column provides the SQL code of the baseline
V3.5.0 SP1 LP query.

Custom 3500000 Baseline 3500100

SELECT MI_SM_STATES.SMST_CAPTION_TX "Ci SELECT MI_SM_STATES.SMST_C.
FROM [MI Recommendation] JOIN MI_FMLY_SM FROM [MI Recommendation] JOII
WHERE (MI_FMLY_SMSM_RELS.FMSM_STAT_IN WHERE MI_FMLY_SMSM_RELS.FP

AND MI_SM_STATES.SMST_S

Likewise, in the second row, the Custom 3500000 column provides the XML syntax rep-
resenting the query layout of the customized V3.5.0 query, and the Baseline 3500100
column provides the XML syntax representing the query layout of the baseline V3.5.0
SP1 LP query.

Custom 3500000 Baseline 3500100
<7xml version="1.0" encoding="utf-16"7= <7xml version="1.0" encoding="
=DesignLayout xmins:xsi="http:/ www.w3.org/ =DesignLayout xmlins:xsi="http:,
=DisplayOffset= <DisplayOffset=
w¥=0/ X =X=0=/¥>
=¥ =-20=/Y= =¥=0=/Y=>
=/DisplayOffset= =/DisplayOffset=
=TableLayouts= =<TableLayouts=>
<TableLayout= <TableLayout=
<SourcelD=[Recommendation]=/SourcelD: = SourcelD=[Recommendatic
<Bounds= <Bounds=
| ncation Location

You can expand either column to see the full text in that cell.

Finally, the Difference Type column contains the value Modified in each row, indicating
that the SQL code and the XML syntax representing the query layout have been mod-
ified.

Difference Type
Modified

Modified

To see a more granular side-by-side comparison, you could click the Custom Changes
link, which would display the following WinMerge window:
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#= WinMerge - [Available Recommendations Files', - Available Recommendations Files',]
i Fle Edit ‘iew Merge Tools Flugns ‘Window Help =181 x|

EEEEEE XL AR EE I

Available Becommendations Files', - Awvailable Recommendations .. I

CiiMeridiurmi, ., 135000004 IELN4_Catalogltems)1_Queriesifvailable Recommendations Files, f CiiMeridiumi, ..\ 3500100EW4_Catalogltemsil _QueriesiAvailable Recommendations Files)

Left Date i

Flle .....................................................................................................................................................................................................................................................................................................................................................................................................................................................
¥
<] Available Fecommendations-2248558 migfmt

Right only: CiiMeridiumiDbUpgiDatabaseRe,, . * 121192012 11:51:27 &AM
] Available Fecommendations-2245558 migloc Right only: C:\MeridiumiDbUpgiDatabaseRe. .. *12/19/2012 11:51:27 AM
<] Awailable Recommendations-2245558 . miquery Right only: C:\Meridium\DbUpg\DatabaseRe. .. *12119/2012 11:51:27 AM
,_; Available Recommendations-2248559 . migfmt Left only: CiiMeridiumiDbUpgiDatabaseRep,..  * 12/19/2012 12:05:29 PM
,_3 Available Recommendations-2248559 . miquery Left only: CiiMeridiumiDbUpgiDatabaseRep,..  * 12/19(2012 12:05:29 PM

Using WinMerge, you would need to select the specific files that you want to compare.
The list displays two versions of the files with the following file extensions:

. .migfmt: Stores data about the query layout.
« .miquery: Stores data about the query SQL code.

For each file with the same file extension, one of them represents the customized V3.5.0
query, and the other one represents the baseline V3.5.0 SP1 LP query.

For example, the following file represents the customized V3.5.0 query layout:
Available Recommendations-2248558.miqgfmt

...and the following file represents the baseline V3.5.0 SP1 LP query layout:
Available Recommendations-2248559.miqgfmt

You can see that the V3.5.0 file has a lower number than the V3.5.0 SP1 LP file.

To see a side-by-side comparison of the differences between two files, you would need
to select the two files with the same extension, press the right mouse button, and then
select Compare from the shortcut menu.

Filename | Folder I Compatis
..

] Available Recommendations-2245558, miqFmt Right onl
] Awailable Recommendations-2248558 . migloc Right onl

’ Availab

le Recommendations-2248558 . miquery 5 oc
| Available Recommendations-2248559, migfmt MR
& 2vailable Recommendations-2248559  miquery Compare Special ’

The content of the two files would then be displayed side-by-side using WinMerge:

_3! WinMerge - [Available Recommendations-2248559.miquery - Available Recommendations-2248558.miquery]
| 1| File Edt Wew Merge Tools Plugins ‘Window Help _|5l|1|

REEIEGEIEE L] LKEEIE

Awailable Recommendations-2248553.miguery - Available Recomme...

Available Recommendations Filesh, - Awailable Recommendations ..

Cih . mendations FilestAvailable Recommendations S5, Mmiguery

bl :'...mendations Filesiawailable Recommendations-Z; o
| [ 1 [ ||eELECT MI_SM_STATES.SMST CAPTION_T[SELECT MI_SM STATES.SMST_CAPTION_T+
FROM [MI Recommendation] JOIN MI_E|FROM [MI Recommendation] JOIN MI_E
WHERE (MI_ FMLY SMSM RELS.FMSM_ STAT|WHERE MI FMLY SMSM RELS.FMSM STAT

AND MI_SM STATES. SMST_STAT I
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At this point, you would need to compare the files line-by-line using WinMerge tools and
features, which exceed the scope of the Meridium APM documentation.
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Exporting the Results to an Excel File

If you have run a database comparison and you want to make the result available to
users who do not have access to the Meridium APM Application Server, you can save the
results to a Microsoft Excel file. The Excel file will contain the data that appears in the
grid on the Comparison Details screen of the Meridium APM Database Comparison

Tool. It will not present a detailed side-by-side comparison.

These instructions assume that you have already launched the Meridium APM Database

Comparison Tool manually or from the Configuration Manager.

To export comparison results to a Microsoft Excel file:

1. On the Comparison Details screen, click the Export Results button.

The Select file to save result window appears. The folder path is set by default to
C:\Meridium\DbUpg.

@&5elect file to save result | x|

ﬂ: ;,n,i ;,| | . = Local Disk {Z:) = Meridium - DEUpg ~ = lmll Search DbUpg D]
Organize *  Mew faolder = o ﬂ'
T Favorites = Mame | Date modified | Tvpe
B Deskiop  DatabaseReportlog 11/20{2012 10:16 M File Folder
4 Dovnloads 1) MI_DE_Master_3500000 8/21/20125:12PM  Compressed (zif
R4 Recenk Places 1) Results 11f20/2012 11:55 PM  Compressed (zif

i Libraries
3 Documents
.J”- Music
=/ Pictures

B videos

18 Computer
£, Local Disk (C:)

€ Network

File name: I |

4l

| i
=l

-

Save as bype: IZip Packages *.zip

| Hide Fu:uldersl

=

Save Cancel |

2
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2. If you want to export the results to a location other than C:/Meridium/DbUpg, nav-
igate to the location where you want to export the results.

In File name text box, type a name for the Excel file.
4. Click the Save button.

The results are saved to the Excel file with the specified name in the specified loc-
ation, and a message appears, indicating that the file was saved successfully. The
content of the Excel file will look something like this:

A B C D E
1 |MaodifiedD ltemPath ltemType HasBaselineChanges HasCustorChanges
2 |Maintenancetem_CNF FubliciFules LibranAMeridiurmiAs set Strategy Manag Fule Library True False
3 |Maintenancetem_EM FubliciRules LibranAMeridiurmiAsset Strategy Manag Rule Librarny True False
4 |MaintenancePlan_EM FubliciRules LibranAMeridiurmiis set Strategy Manag Rule Librany True False
5 |MI_InspectionTasksUpdate FubliciRules LibranAMeridiumiStrategy Fulesi\MI_In: Rule Librany True False
6 Motification_CHF FublicRules Librandteridiumiisset Strateqy Manad Rule Library True False
7 |Objectlistitern_CNF FubliciRules LibranAMeridiumiAs set Strategy Manac Rule Librany True False
8 |TaskList_CNF FubliciFules LibranAMeridiurmiAs set Strategy Manag Fule Library True False

The file contains one worksheet, ExportToExcel, with the following columns of
information:

« ModifiedID: Displays the value that appeared in the ltem Name column in the
Meridium APM Database Comparison Tool.

« ItemPath: Displays the value that appeared in the Item Path column in the
Meridium APM Database Comparison Tool.

« ItemType: Displays the value that appeared in the Type column in the Meridium
APM Database Comparison Tool.

« HasBaselineChanges: Displays a value indicating whether or not a black circle
appeared in the Baseline Changes column in the Meridium APM Database Com-
parison Tool. If no black circle appeared, the value is False. If a black circle
appeared, the value is True.

« HasCustomChanges: Displays a value indicating whether or not a black circle
appeared in the Custom Changes column in the Meridium APM Database Com-
parison Tool. If no black circle appeared, the value is False. If a black circle
appeared, the value is True.
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About Specifying Data Sources

A data source stores the connection information for a Meridium APM database and
allows access to that database. When you log in to a Meridium APM application, you will
select the data source that corresponds to the Meridium APM database that you want to
use.

(@ Meridium APM Login ==
Welcome to Meridium APM!
User ID Password
Login Cancel =<« Hide Advanced Options
Data Source

|DGT_M_350_DATE5TN-:PED - DGT_ALL_350_DATESTAMPED - |

_ORACLE11_DATESTAMPED - _ORACLE11_DATESTAMPED

_SQL2003_DATESTAMPED - _SQL2008_DATESTAMPED

DG_DT_350 DATESTAMPED -DG_DT_350 DATESTAMPED

DGT _ALL 350 DATESTAMPED -DGT ALL 350 DATESTAMPED

DVT_ALL_344 20110315_1137 - SQL2005 —
DVT_ALL_345_FD - DEVDB2\SQL2008

DVT_ALL_350_5I - SQL2008

DVT_ALL_350_SI_ASM - Orade 11

QABE_ALL_350 - SQL2008

QAT_345_Last - SQL2003

Before you can begin using any Meridium APM application (Configuration Manager, URL
Manager, Schedule Manager, or Meridium APM Framework) you must add at |least one
data source for the applications to use. You can manage data sources via the Meridium
APM Data Source Manager.
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@ Meridiurn APM Data Source Manager EE@
The following items have been registered as data sources for use with Meridium APM

Mame Description Default 5t... | Add |
DGT_ALL_350 ... DGT_ALL 350 _DATESTAMPED Mo | =— |
DG_OT_350 D... DG_DT_350 DATESTAMPED Mo
DVT_ALL 344 ... S0L2005 Mo | — |
DVT_ALL_345 FD DEVDB2\SOL2008 Mo
DVT_ALL_350_SI SQL2008 No | St Default |
DVT_ALL_350_... Orade 11 No
QAB_ALL 350  SOQL2008 Mo | Test |
QAT 345 Last  S0QL2008 Mo
_ORACLE11 D... _ORACLE11 DATESTAMPED Mo
_SQL2008_DAT... _SCL2008_DATESTAMPED Mo
] 1 3 Close

Data sources are associated with a specific Meridium APM Application Server to indicate
which databases are accessible from that Application Server. Information about data
sources is stored in the file MeridiumDatasources.config, which exists on the Meridium
APM Application Server in the folder C:\ProgramData\Meridium. This file is created auto-
matically when you install the Meridium APM Application Server. When it is first created,
it will be empty. It will be updated automatically, however, as you add, modify, and
delete data sources. Note that data source passwords are encrypted in the file.

CEHint: The folder C:\ProgramData is a hidden folder, so if you want to view the file,
you will need to make sure that you are showing hidden folders.
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Adding Data Sources

The following instructions provide details on how to add a data source to the Meridium
APM Data Source Manager. This will allow Meridium APM to connect to the database
(SQL or Oracle). Before you can add a data source, the Meridium APM database must

already exist.
To add a Meridium APM data source to the Meridium APM Data Source Manager:

1. Access the Meridium APM Data Source Manager.
2. On the Meridium APM Data Source Manager window, click the Add button.
The Add Data Source dialog box appears.

" o

o5 Add Data Source @

Please choose a database type and enter the related parameter values forthis new
data source. When finished, click Test.

Database Type: Oracde -

Database User Name:

Password:

Database Alias:

Database Server:

Database Mame:

Execute scheduled items for this data source on this Application
Server?

Save I | Test | | Cancel
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3. Define the data source.

« For an Oracle data source:
a. Inthe Database Type list, accept the default selection Oracle.

b. In the Database User Name text box, type the user name or schema name
for the database that you are defining. This is required.

c. Inthe Password text box, type the password for the associated database
user name. The password will appear as asterisks. The password is required
and cannot exceed 15 characters in length.

d. Inthe Database Alias text box, type the database alias.

« For a SQL Server data source:

In the Database Type list, select SQL Server
4. If you want scheduled items in this database to be executed from the specified

i ditide d3gletrhb 8t te 'sehéd E3For tHiS datd 36 this
Appll 8 RIS ¢BRCksE the owner of the specified database. This is
required.

5. Cl'cck tfﬁ E%%s%%%?é%&%%*@&ﬁ&%%%é&%%%e associated database

6. Click tHessaanmrittbg. password will appear as asterisks. The password is required.

Th8-a 3806 PREARSAREALET (ESh R MBS NN 0] SonRAMAT ¥e"
appealrs tpeddajdbes gdNam e texideox Ny thoe taerdatd Hoeidzabase.

r@ Add Data Source @

Please provide a name for your new data source.

Data Source Name: |

Description: |

| Ok | | Cancel

7. In the Data Source Name text box, type a name for the data source. This is
required and must be unique for the Application Server. In addition it cannot con-
tain spaces or special characters. When you save the data source, the Meridium
APM system will check for unsupported characters in the data source name. If
unsupported characters are found in the name, you will need to correct the name
before you can save the data source.

8. In the Description text box, type a description of the data source. This is optional.
Note: Together, the name and description make up the information that will
appear to users to identify the data source throughout the Meridium APM applic-
ations.

9. Click OK.
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The data source is saved and added to the list of data sources. Depending upon
your selection of the Enable scheduled items for this data source on this Applic-
ation Server check box, a message may appear, describing the effect of your selec-
tion.
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Testing a Data Source Connection

To test a data source connection:
1. Access the Meridium APM Data Source Manager.

2. On the Meridium APM Data Source Manager window, in the list of data sources,
select the data source that you want to test.

3. Click the Test button.

If the data source successfully connects with the specified database, a message
will appear, indicating that the connection information is valid. If the data source
fails to connect with the database, a message will appear, indicating that the con-
nection information is invalid. You will need to correct the connection information
before you can successfully connect to the specified database.
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Modifying a Data Source

To modify an existing data source:
1. Access the Meridium APM Data Source Manager.

2. On the Meridium APM Data Source Manager window, in the list of data sources,
select the data source that you want to modify.

3. Click the Edit button.
The Edit Data Source dialog box appears.

@ Edit Data Source @
Please enter the related parameter values for the selected data source. When finished,
click Update.

Database Type: SOLServer
Database User Name: i3 OT 350 20120809
Password: =

DatabaseAlias:

Database Server: DEVDE2\S0L 2008
Database Name: DG_DT_350_20120809
BExecute scheduled items for this data source on this Application 7
Servers?
Update | | Test | | Cancel

4. Modify the information.
5. Click the Test button to test the data source connection.

6. Click the Update button.

Your changes are saved.
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About Enabling Scheduled Item Execution

Scheduled items are stored within the Meridium APM database and are executed by the
Meridium APM Scheduling Service, which is installed on the Meridium APM Application
Server. Your Meridium APM implementation will include multiple Meridium APM Applic-
ation Server machines (dedicated and supporting) that connect to the same Meridium
APM database. Each of these Meridium APM Application Server instances will also con-
tain an instance of the Meridium APM Scheduling Service, which is installed auto-
matically with the Meridium APM Application Server software.

You will need to dedicate ONE Meridium APM Application Server for executing sched-
uled items in the database. If multiple Application Servers were to execute scheduled
items in the same database, the scheduled items would be executed multiple times, res-
ulting in duplicate operations (e.g., duplicate later email messages).

To ensure that scheduled items will be executed only once, you will need to enable
scheduled item execution for each data source on ONE Meridium APM Application
Server. You can do so by selecting the Execute scheduled items for this data source on
this Application Server check box, which appears on the Add Data source and Edit Data
Source dialog boxes in the Meridium APM Data Source Manager.

When you define this setting for each data source, you should keep in mind the fol-
lowing considerations:

« When you access the Edit Data Source dialog box, the Execute scheduled items
for this data source on this Application Server check box will be selected or
cleared, as appropriate for the current Application Server. For example, if sched-
uled items are enabled for Data Source X on Application Sever A, when you access
the Edit Data Source dialog box for Data Source X on Application Server A, the
check box will be selected. If you access the Edit Data Source dialog box for Data
Source X on Application Server B, the check box will be cleared. There is no indic-
ation on Application Server B that scheduled item execution is enabled on Applic-
ation Server A, until you attempt to change the setting from Application Server B.

« You are not required to select this check box for any data source. In general, how-
ever, you will want to designate an Application Server for executing scheduled
items in each data source; otherwise, scheduled items in that data source will
never be executed. Therefore, if you create a data source and do not select the
Execute scheduled items for this data source on this Application Server check
box and no other Application Server is configured to execute scheduled items in
that database, a message will appear, warning you of this condition. The same
message will appear if you clear this check box for a data source where it was pre-
viously selected.

« Because you can designate only one Application Server for executing scheduled
items, if one Application Server has already been designated for this purpose and
you select the Execute scheduled items for this data source on this Application
Server check box for the same data source on different Application Server, a warn-
ing message will appear, indicating that enabling scheduled item execution on the
current Application Server will disable execution on the other Application Server.
You will have the option to accept or cancel the change.
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Specifying a Data Source as the Default

Using the Data Source Manger, you can designate a certain data source as the default
data source. The default data source will be selected by default on the Meridium APM
Login dialog box the first time a user launches a Meridium APM application. If, however,
a user logs in to a different data source, the next time that they try to log in to a
Meridium APM application, the data source the data source that they last logged into
will be selected by default. Note that changing the default data source via the Meridium
APM Data Source Manager will not change the default data source for any user who has
already logged in to a Meridium APM application.

After you specify a data source as the default, the only way to reverse that action is to
choose a different data source as the default or to delete the current default data
source.

To specify a data source as the default:
1. Access the Meridium APM Data Source Manager.

2. On the Meridium APM Data Source Manager window, select the data source that
you want to use as the default.

3. Click the Set Default button.

The selected data source will appear in bold, and the label Yes will appear in the
Default Status column. All other data sources will display No in their respective
Default Status columns.
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Removing Data Sources

When you remove a data source, you are deleting the entry for that data source from
the MeridiumDatasources.config file on the Application Server machine. Removing a
data source from the Data Source Manager does not delete the associated database.

To remove a data source:

1.
2.

Access the Meridium APM Data Source Manager.

On the Meridium APM Data Source Manager window, select the data source that
you want to remove.

Click the Delete button.

A confirmation message appears, asking if you really want to delete the data
source.

Click the Yes button.

The data source is removed from the list in the Data Source Manager and will no
longer be available on that Application Server.
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About the Meridium APM System Administration
Tool Documentation

The documentation in this section of the Help provides the following information about
the Meridium APM System Administration tool:

« Accessing the Meridium APM System Administration tool.
« Using the Meridium APM System Administration tool.

« Adirectory of configuration files, which you can use to access details on modifying
individual configuration files. Those details are provided in the documentation for
the corresponding module or feature that the configuration file supports.
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Accessing the Meridium APM System Admin-
istration Tool

The Meridium APM System Administration tool is installed by the Meridium APM Applic-
ation Server and Add-ons installer when you install any Meridium APM Application
Server or add-on component. You can use the Meridium APM System Administration
tool to modify settings in configuration files that support Meridium APM components.

You can access the Meridium APM System Administration tool in the following ways:

« Automatically from the Meridium APM Application Server and Add-ons installer.
On the last screen of the installer, a check box appears that lets you specify
whether or not you want to launch the Meridium APM System Administration tool
when the installer closes. If you set the option to Yes, when the installer closes, the
APM System Administration tool will open automatically.

o Manually by clicking the icon on the Start menu on a machine where the Meridium
APM Application Server or add-ons component is installed. 7

5

The following image shows an example of what the APM System Administration tool
looks like when you access it. Keep in mind that the items on the Configuration menu
will vary depending upon the components that are installed on the machine where you
access the tool.
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By APM System Administration =]
APM System Administration
—Menu

IFiIe Location
Configuration

SSRES Trust Level
APM Web Framework app Server
APM Web Framework weh.config

Select an option on the menu to the left to manage the
configuration file for that component,

Before making any changes to a configuration file, you
should read the docurmentation by clicking the Help button,

Open File Sane Euit Help
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Getting Started: Meridium APM System Admin-
istration Tool

What is the System Administration tool?

The APM System Administration tool is an interface that lets you configure settings that
exist in configuration files that are used by Meridium APM components. Click here to
view and collapse an overview of the APM System Administration tool interface.

The APM System Administration tool consists of the APM System Administration win-
dow, which contains the following sections:

« Configuration: A menu that contains only the configuration items that exist for the
components that are currently installed on the machine on which you are cur-
rently working. When you select a configuration item in this menu, the contents of
the configuration file appear in the workspace to the right.

« Workspace: Displays settings that are available in the file that is selected in the
Configuration menu. The settings that are displayed for each file is not a com-
prehensive view of the file. Instead, only the settings that require modifications or
entries are displayed from that file. Above the file settings, the file path to the
underlying configuration file is displayed. This provides the location and the name
of the file.

Below the file settings, the following options appear:

m Open File: Opens the underlying configuration file in the appropriate application
(e.g., Notepad).

m Save: Saves your changes to the underlying configuration file.

m Exit: Closes the APM System Administration window. If you click this button and
you have unsaved changes, a message will appear, asking if you want to save
those changes.

m Help: Displays the Meridium APM Help system and automatically selects the Get-
ting Started topic for the APM System Administration tool.

The following image shows an example of what the Meridium APM System Admin-
istration tool looks like. Keep in mind that the links on the Configuration menu will vary
depending upon the components that are installed on the machine where you access
the tool.
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"By APM Systenn Administration M=l &3
APM System Administration
—Menu

IFiIe Lacation: CihProgram Files\MeridiomywebCompaonentsiweh.caonfig
Configuration
APM Web Framewaork App Server web,config Changes

APM Web Framework web.config spplication Server:

Defaul: Data Source:

Guest Llser Mame:

Guest Password:

Redirect Browsers To LMC Files:
|true

User Mame

Password

Open File Save Exit Help

How do | get started?

In the following table, click the configuration item whose corresponding settings you
want to modify. Doing so will display the help topic that provides details on working
with that file. You should read the help before modifying the contents of any con-
figuration file.

The following table lists and describes the configuration items that you can modify
using the APM System Administration tool.

Note: This tool does not provide an interface for every configuration file that exists
for Meridium APM components. Therefore, this directory is not a comprehensive list
of all the configuration files that you will need to modify in your system. If a con-
figuration file requires modification but an interface for that file is not provided in the
APM System Administration tool, the documentation on modifying that file can be
found in the documentation for installing, upgrading, and configuring the module or
feature that file supports.
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Configuration Item Name Module or Feature it Supports
Sync Services Database Operator Rounds
Meridium Sync Config Operator Rounds
APM Web Framework web.config Meridium APM Web Framework
PDI Service Process Data Integration
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About License Activation

License activation determines which modules and products will be available in your
Meridium APM system. Except for some Meridium APM Framework Tools and Features,
ALL modules require license activation (i.e., they cannot be used until the associated
license has been activated). License activation also controls the availability of the
Meridium APM Web Framework application, which requires a license in order to be
used.

Within individual modules, availability of the following items is controlled by license
activation:

« Entity and relationship families.

o Rules Library projects.

o URLs.

« Options on the Go To menu in the Meridium APM Framework application.

Other types of content, such as Catalog items, may be available even if the license for
the associated module has not been activated. This content will not be functional, how-
ever, because it relies upon specific families that must be activated before the asso-
ciated content can be used.

To activate Meridium APM licenses, you must supply a license file that will be provided
to you by Meridium, Inc. with your Meridium APM software distribution. In this doc-
umentation, we provide instructions for activating licenses. This documentation
assumes that you have already obtained your license file, which is required to complete
the activation process. For a list of the modules/features and their corresponding
license file, click here.

Note that each license file:

« Has a customer-specific PIN associated with it. When you activate licenses, you
must supply the PIN that is associated with the selected license file. If the PIN that
you specify does not match the PIN in the file, an error message will be displayed,
and the licenses will not be activated. The appropriate PIN should have been
provided to you when you received the license file.

« Isvalid only for a certain length of time. You will want to make sure to activate
modules within a timely manner before your license file expires. If you attempt to
activate licenses using an expired file, an error message will be displayed, indic-
ating that the file has expired, and the activation will not occur.

« Is version-specific. If you attempt to activate licenses using a file whose version
information differs from the version of the product in which you are performing
the activation, an error message will be displayed, and the activation will not
occur.

Note: Under any of the error conditions described in the preceding list, any modules
or products that were active before you attempted to load the license file will continue
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to be active after the error message is displayed. In other words, these errors will not
affect your current activation state. They will simply prevent you from making changes
to that state.

For production versions of Meridium APM, after you have activated your licenses, you
should be able to continue using the associated modules and products until you
upgrade to a new version of Meridium APM. After you upgrade, the licenses will no
longer be valid. Any modules that were previously available will no longer be accessible
from the Go To menu in the Meridium APM Framework application. You will need to
obtain a new license file in order to reactivate the licenses on the new version.

If you have been provided with temporary licenses for demo or trial purposes, your
licenses will expire after a certain period of time, as determined by your trial agreement.
After the licenses have expired, you will no longer be able to log in to the Meridium APM
Framework, Meridium APM URL Manager, or Meridium APM Schedule Manager applic-
ations. You will, however, be able to log in to the Configuration Manager application so
that you can load a new license file.

Note: For most modules, license activation results in the content for that module
being available immediately. For the SAP Interfaces product, however, the changes will
not be immediate; it may take up to one hour for the module and its content to be
available. If you want to apply the changes immediately, you can restart IIS on the
Meridium APM Application Server.
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Activating Licenses

Before you can complete these steps, you must have a license file and a customer PIN.
The file must be stored in a location that is accessible from the Meridium APM Con-
figuration Manager application.

To activate licenses in Meridium APM:

1. In the Configuration Manager, on the main menu, click Tools, point to Global
Preferences, and then click Activate Licenses.

The Activate Licenses dialog box appears.

P T————— .
i Activate Licenses E@éj

License Status

»

AS|for SAP

ASM and ASI

Asset Answers

Asset Strategy Optimization

Calibration Management

Criticality Calculator

Generation Management

Hazards and Operabilty Analysis

IS0 Risk

Inspection Management

Lubrication Management

Maximo Interfaces

IMeddim APM Web Framewnde

m

Load License | | Close

h -

2. Click the Load License button.

The Activation License dialog box appears.
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Activation License

Activation License

Cuskomer PIMN: | |

License File: | | | Browse |

3. In the Customer PIN text box, type the PIN associated with the license file that you
want to load.

4. To theright of the License File text box, click the Browse button.
The Open dialog box appears.

5. Navigate to the folder containing the license file that you want to load, select it,
and click the Open button.

The Open dialog box closes, and the path and file name of the file that you selec-
ted are displayed in the License text box.

6. Click OK.

The Meridium APM system validates the license file and PIN that you entered. If
the file and PIN are determined to be valid, the Activation License dialog box
closes, revealing the Activate Licenses dialog box.
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r‘ Activate Licenses I —— l |5 S
License Status o
ASIfor SAP ACTIVE
ASM and ASI ACTIVE E
Asset Answers ACTIVE
Asset Strateqgy Optimization ACTIVE
Calibration Management ACTIVE M
I Criticality Calculator
| Generation Management ACTIVE
Hazards and Cperability Analysis ACTIVE
Inspection Management ACTIVE
150 Riske ACTIVE
Lubrication Management ACTIVE
Maxdimo Interfaces ACTIVE
Merdinm APM Web Framewnde ACTIVE i
| Loadlicense || Close |
s =

For each module that has been successfully activated, the Status cell is populated
with the text ACTIVE.

Note: If the license file or PIN are invalid, an error message will be displayed
after step 6. The text of the error message will explain the problem that was
encountered.

7. After you have reviewed the list to verify that the desired modules and products
have been successfully activated, click the Close button.

The Entity Family and Relationship Family tabs are refreshed to display the fam-
ilies associated with that module.

8. At this point, you should compile the database.
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Activating Licensed Modules and Products

Licenses can then be activated via the Meridium APM Configuration Manager applic-
ation. To activate your licenses, you will need to supply a license file and PIN that should
have been provided with your Meridium APM distribution.

Note: Each license file has an expiration date. If you do not activate your licenses
before the expiration date in the file, the file will expire, and you will no longer be able
to use it.

Consider the following installation and upgrade guidelines related to license activation:

« The version in the license file must match the version of the Meridium APM
product. Therefore, licenses should be activated after you have installed or
upgrade to the version on which you want to activate licenses.

« Because licenses are activated via the Configuration Manager application, before
you can activate licensed modules and products, you must install the Con-
figuration Manager application.

« For modules that have module-specific installation steps, you must activate
license for that module before you perform the associated installation steps.

« Licenses must be activated each time you upgrade to a new version of Meridium
APM (i.e., a version where one value in the three-digit version number changes). If
you activate licenses in one version of Meridium APM and then upgrade to a later
version, you will need to re-activate your licenses after the upgrade.

Note: Licenses do not require reactivation when you apply a hot fix or service
pack to an existing version.

« If you license a new module or product for your current version of Meridium APM,
you will be provided with an updated license file that you will need to apply to
your system. New modules should be activated before you perform any install-
ation steps associated with that module.

« You can view the current status (active or inactive) via the Meridium APM Con-
figuration Manager and Meridium APM Framework applications.

For production versions of Meridium APM, after you have activated your licenses, you
should be able to continue using the associated modules and products until you
upgrade to a new version of Meridium APM, in which case you must obtain a new
license file and reactivate the licenses. After you upgrade, the licenses will no longer be
valid. Any modules that were previously available will no longer be accessible from the
Go To menu in the Meridium APM Framework application. You will need to obtain a
new license file in order to reactivate the licenses on the new version.

If you have been provided with temporary licenses for demo or trial purposes, your
licenses will expire after a certain period of time, as determined by your trial agreement.
After the licenses have expired, you will no longer be able to log in to the Meridium APM
Framework, Meridium APM URL Manager, or Meridium APM Schedule Manager
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applications. You will, however, be able to log in to the Configuration Manager applic-
ation so that you can load a new license file.
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Overview of the Import/Export Metadata Tool

The Import/Export Metadata tool lets you:

« Export metadata from a Meridium APM data source to a Microsoft Excel or XML
file.

-and-

« Importinto a Meridium APM data source Meridium APM metadata that is stored
in a Microsoft Excel or XML file.

When exporting metadata, you can select all items, some of the items, or, in most
cases, items that have been modified during a specified period of time. When importing
metadata, you can select all or some of the items in the specified spreadsheet.

The Import/Export Metadata tool has many applications but can be especially useful for
manipulating large amounts of metadata. It can also be useful if you need to make
changes to metadata in multiple Meridium APM data sources. The Import/Export
Metadata Tool allows you to export the metadata from one data source, make the neces-
sary changes, and then import the modified metadata into one or more other data
sources.

Note: Importing and exporting metadata between multiple data sources must be
done in multiple Configuration Manager sessions. For example, you would log in to
one data source, export the metadata, log out of the Configuration Manager, then log
in to a different data source, and import the metadata.

Export files can also be useful for providing a "snapshot" of the metadata in your data-
base. For example, to see all the privileges that are configured for a particular Security
User or Security Group, you could simply export their privileges. To see a full list of all
the fields defined for multiple families, you could simply export those families and
fields.

Note: In most cases, throughout the Meridium APM documentation, we do not
provide lists of families, fields, System Codes, and other information that can be
obtained easily by exporting the associated metadata. Keep in mind that you can do
an export anytime you need to see a snapshot of the metadata in your database.
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Data Types Available for Import and Export

Using the Import/Export Metadata tool in the Configuration Manager, you can import
and export metadata for the data types listed in the following table.

Data Type Notes

« This data type includes all the family and field metadata for the
selected families and any data filters,family reports, and state con-
figurations that exist for those families.

« The Meridium APM system requires the caption defined for each
family and field to be unique. When you import families and fields,
if the Meridium APM system determines that a family or field cap-
tion is a duplicate of an existing caption, an underscore will be
appended to the end of the caption, and a warning will be written

Families, Fil- to the import log.
tF?glsasnd « When you import families and fields, the physical storage for those

families and fields will be created automatically.

« When you try to import a file containing multiple families with State
Configurations, a warning message appears, indicating that the file
cannot be imported. You can successfully import a State Con-
figuration only when the import file contains only one family.

« If you export a family whose State Configuration includes a state to
which a State Configuration Role is assigned, this assignment will
be available in the Roles section of the export file.

« When you import a datasheet that already exists in the target data
source, the existing datasheet will always be automatically over-
written by the new one.

Datasheets « Action indicators are not included in the export file for datasheets.

« If you are exporting a custom-layout datasheet, make sure that you
also export the associated system preference.

Family Rule None

Projects

Rules Library None

Projects

Relationship

Definitions None

Units of Meas-
ure and Con- None
versions
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Data Type Notes

Unit of Meas-

ure Con-
version Sets

Security
Groups and
Privileges

Users, Priv-
ileges, and
Assignments

Strategies,
Rules, and
Schedules

System
Preferences

None

« Security Groups are exported in alphabetical order. No con-
sideration is given to the hierarchy of the Security Groups during
the export. If you import Security Groups from a file that was cre-
ated by an export, the hierarchy of the imported groups will not
match the hierarchy that existed in the original data source.

« When you export changed Security Groups and Privileges, groups
will be exported only if their group properties or family privileges
have been modified. Groups will not be exported if only their mem-
bership has changed (i.e., users added or removed).

« Exporting Security Users using the All option can take a con-
siderable amount of time.

« If you import a Security User with a user ID that is already assigned
to a Security User that exists in the system, the Meridium APM sys-
tem will overwrite the information associated with the existing user
with the information stored in the import file, including any user
information, group assignments, and family privileges associated
with that Security User.

« When you export Users, Privileges and Assignments using the
Changed option, users will be exported only if their Security User
Information has been modified or if their family privileges have
been changed at either the user or group level. Security Users will
not be exported if only their group membership has changed.

The Import/Export Metadata tool is not aware of embedded ref-
erences, such as sub-strategies, existing notifications, or queries that
are used by strategy rules. For example, if a strategy rule references
another strategy, the referenced strategy will not get exported when
you perform an export of the root strategy. The same is true for any
queries or datasets that are used as inputs for the strategies and any
existing notifications that are used as outputs of the strategy.

When importing and exporting strategies, you must select manually to
import or export all supporting objects, queries, datasets, noti-
fications, sub-strategies, and any third party components.

When you export a custom-layout datasheet, you must also export the
associated system preference, whose preference ID appears in the
format [Family ID]-[DatasheetID], where [Family ID] is the ID of the
family for which the custom-layout datasheet is defined and [Data-
sheetlD] is the ID of the custom-layout datasheet.
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Data Type Notes

The Import/Export Metadata tool will allow you to import Metric Views
regardless of whether or not the associated Cubes exist. To avoid

Metric Views  encountering problems when working with imported Metric Views,

you should create all the necessary Cubes before importing the asso-
ciated Metric Views.

System Code

Tables None

S To import System Codes, the System Code Table to which they belong

ystem T

must exist in the target data source. If the System Code Table does not

Codes and . . , .

R exist, the associated System Codes will not be imported, and an error

eferences . ) .

message will be written to the import log.

« Exporting folders exports only the folder structure, not the folder
content.

« When you import or export a folder, any folder-level permissions
that are assigned to that folder will also be imported or exported

Folders :
along with the folder.

« While main-level personal, public, and baseline folders can be
exported, only subfolders within these folders can be imported
back into Meridium APM.

. When you export a query, any saved grid layouts will be exported

Queries -

along with it.

Datasets None

Graphs None

« When you export a report that contains a subreport, the subreport
is not exported automatically. You must export the main report
and all of its subreports manually.

Reports « When you import a report, the Meridium APM system will attempt
to publish the report to the SQL Server Report Server. If the report
cannot be published to the SQL Server Report Server, the report will
still be imported into the Meridium APM database and placed in
the appropriate Catalog folder.

Searches None

Configured None

Explorers
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Data Type Notes

« All Associated Pages will be exported exactly as they are defined. If
the URL parameters contain values that are specific to the source
schema (e.g., entity or family keys), the links may not work properly
if they are then imported into a different target schema that does
not contain those values.

« Newly imported Associated Pages cannot be exported in the same
session in which the import was done. Before exporting newly
imported Associated Pages, you should close and then reopen the
Configuration Manager application.

Associated
Pages

« If you attempt to import Associated Pages from a spreadsheet
where a row for a subfamily occurs before the family row, the Asso-
ciated Pages will not be imported successfully. The log, however,
will indicate that the import was successful. When you import Asso-
ciated Pages, be sure that the family exists before the subfamily
within the import file.

« Before you can import records and links into families that have just
been imported, you must first flush the cache.

« Importing a KPI fails to set the proper data definitions for the KPI if
the KPI gets its data from a cube.

Recordsand | \yhen you import records and links from an XML file, you can

Links choose to import all the records and links in the file or only some
of them. If you choose to import only some of the records, depend-
ing upon the version from which the records and links were expor-
ted, the Meridium APM system may require you to import all the
records and links from the file instead.

?tate Con- Exporting State Configuration Roles will create a Role Definitions sec-

iguration on in th il

Roles tion in the export file.

When you export or import a dashboard, you cannot also auto-
matically export or import the underlying queries that have been used
to configure dashboard sections. We recommend that whenever you

Dashboards  export or import a dashboard that you also export or import the asso-
ciated queries. If you import a dashboard into a database where the
associated queries do not exist, error messages will be displayed
when Security Users attempt to use the dashboard.
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Accessing the Import/Export Metadata Tool

To access the Import/Export Metadata tool:

« In the Configuration Manager, on the main menu, click Tools, and then click

Import/Export Meridium APM Metadata.
The Import/Export Metadata window appears.

& Import/Export Metadata EI@

Import/Export Metadata

©) Import Select File

(") Export

Select All (@) Selection
Families, Filters and Fields MNone System Code Tables Mone
Datasheets Mone System Codes and References None
Family Rule Projects None Folders None
Rule Library Projects None Queries None
Relationship Definitions MNone Datasets Naone
Units of Measure and Conversions None Graphs None
Units of Measure Conversion Sets None Reports None
Security Groups and Privileges Mone Searches MNone
Users, Privileges and Assignments MNone Configured Explorers MNaone
Strategies, Rules and Schedules MNone Associated Pages MNone
System Preferences MNone Records and Links MNaone
Metric Views MNone State Roles MNaone
Dashboards None
Reset Selections || Save Selections || Load Selections || View Log || Close
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Aspects of the Import/Export Metadata Window

The Import/Export Metadata window is divided into three main, unlabeled areas.

Area one

...displays options that let you choose whether you want to import or export metadata
and select a file. Throughout the documentation we refer to this section as the file selec-
tion area. The following image shows what the file selection area looks like on the
Import/Export Metadata window.

9! Import Select File
Export

The other areas on the Import/Export Metadata window are disabled until you complete
the following steps within the file selection area:

1. Select either the Import or Export option. The Import option is selected by default.

2. Specify the file to which you want to export metadata or the file containing the
metadata that you want to import, respectively.

Area two

...contains fields that let you choose what you want to import or export. Throughout this
documentation, we refer to this area as the metadata selection area. The following
image shows what the metadata selection area looks like on the Import/Export
Metadata window.

Select All Selection V| Include underlying Query/Dataset for Reports and Graphs
Families, Filters and Fields Mone System Code Tables
Datasheets Mone System Codes and References
Family Rule Projects Mone Folders

Rule Library Projects None Queries
Relationship Definitions Mone Datasets

Units of Measure and Conversions Mone Graphs

Units of Measure Conversion Sets Mone Reports

Security Groups and Privileges Mone Searches

Users, Privileges and Assignments Mone Configured Explorers
gies, Rules and Schedul None LAssociated Pages

System Preferences Mone Records and Links

Z||lZ[[Z[[=N=Z2([Z2[| =222 =
sligllellgflgllglle|le|lelle]| | e
= = (= W= S R = R = = S S
(B O - - A A e
4 4 4 4 4 4 4 4 4 4 4 4

Metric Views None State Roles
Dashboards None

For each data type that is supported by the Import/Export Metadata Tool, the metadata
selection area contains a check box and a drop-down list. The check is always read-only.
Your selection in the list determines whether or not the check box is selected. When you
choose at least some items of a given type to import or export, the check box becomes
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selected automatically. You can clear the check box by selecting the None option for a
given data type.

The following list contains an explanation of the options that appear above the
metadata type options in the metadata selection area:

« Select All: When you select this option, the Meridium APM system selects the All
option for all the metadata types automatically.

« Selection: This option is selected automatically after you select at least one
metadata type to import or export.

« Include underlying Query/Dataset for Reports and Graphs: Indicates whether or
not you also want to export the underlying queries or datasets when you export
reports or graphs. This check box appears only if the Export option is selected in
the first area on the Import/Export Metadata window, and it is selected auto-
matically. You can clear this check box to indicate that you do not want to export
the underlying queries or datasets when you export reports or graphs.

Area three

...appears at the bottom of the window and contains buttons that let you perform
actions based on your selections in areas two and one. Throughout the documentation,
we refer to this area as the options area. The following image shows what the options
area looks like on the Import/Export Metadata window.

Reset Selections Save Selections Load Selections Export View Log Close

Note: The preceding image shows the Export button. If you select the Import option
in area one, however, the Export button in area three will be replaced by the Import
button.

The following list contains an explanation of each button that appears in the options
area:

« Reset Selections: Clears any metadata selections that are currently specified in the
metadata selection area. This button is always enabled.

. Save Selections: Displays the Save As window, where you can specify a file and loc-
ation to which you want to save your metadata import or export selections. You
can use this file to load these selections again, so that you do not have to manu-
ally select your settings the next time you want to perform the same operation.

« Load Selections: Displays the Open window, from which you can select a file to
which you saved previous selections, and then load those selections on the
Import/Export Metadata window automatically.

« Export: Exports the selected metadata from the Meridium APM database to the
file specified in the file selection area. This button appears only if the Export
option is selected in the first area.

« Import: Imports into the Meridium APM database the contents of the file specified
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in the file selection area. This button appears only if the Import option is selected
in the file selection area.

« View Log: Displays the Import/Export Results Log dialog box, which contains the
log for the Import/Export Metadata tool. This button is always enabled.

« Close: Closes the Import/Export Metadata window. This button is always enabled.

Confidential and Proprietary Information of Meridium, Inc. » Page 397 of 459



Exporting Metadata

Exporting Metadata

Exporting metadata is a process where information is extracted from the current
Meridium APM data source and saved to an XML or Microsoft Excel file. Exporting
metadata does not change the database in any way. It simply provides you with a snap-
shot of the selected metadata as it exists at the time of the export.

To export data from the Meridium APM database to a Microsoft Excel or XML file:

1.

In the Configuration Manager, on the Import/Export Metadata window, click the
Export option at the top of the window.

Click the Select File link.

The Save As dialog box appears.
Navigate to the folder where you want to save the export file.

In the File name text box, type a name for the file.

Note: The file name must be unique within the selected folder. If you specify a
file name that already exists, you will not be given the option to overwrite it.
Instead, you will be instructed to choose a unique file name.

In the Save as type list, choose the type of file you want to create. You can select:

Microsoft Excel (*.xIs)
Microsoft Excel 5.0 (*.xIs)
XML (*.xml)

Click the Save button.

The Save As dialog box closes, and the path and file name that you specified
appear on the Import/Export Metadata window in the text box to the right of the
Select File link.

Choose what you want to export.

« If you want to export all the metadata in the database, click the Select All
option.

_Or-

If you want to export only some information in the database, click the Selection
option, and then make the desired selections.

-0r-

If you want to load selections that you saved from a previous export, click the
Load Selections button, and load the desired selections.
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10.

11.

12.

Note: The more metadata you select to export in a single operation, the longer
the export will take. We recommend that you not use the Select All option, par-
ticularly if your database is large and contains a lot of data. If you need to export
your entire database, you should perform multiple exports, selecting a portion
of the metadata each time.

If you chose to export reports or graphs and you want to export the underlying
queries and datasets, select the Include underlying Query/Dataset for Reports
and Graphs check box.

If you want to save your selections, click the Save Selections button, and complete
the steps necessary to save your selections.

Click the Export button.
A dialog box appears, indicating the status of the export.

When you begin the export, your pointer will become an hourglass icon to indic-
ate that the system is working. As long as the hourglass appears, the export is pro-
cessing. The export may take a while, particularly if you are exporting a large
amount of metadata. In addition, some items, such as System Preferences and Sys-
tem Codes and References can take longer to export than others. You will know
that the export is complete when the hourglass disappears, the blue status indic-
ator reaches the end of the status bar, and the Close button becomes enabled.

When the export is complete, a dialog box appears, asking if you want to save a
log of the export results to an external file.

If you do not want to save the log, click the Close button.
_or_

If you want to save the log, click the Save Log button. The remaining instructions
assume that you have clicked the Save Log button.

The Save As dialog box appears.

Navigate to the location where you want to save the file, type a name for the file,
and click the Save button.

The file is saved.

At this point, the export file that you specified has been created in the location that you
selected. The Import/Export Metadata window remains open so that you can:

« View a log of the export by clicking the View Log button. This will show the suc-

cessful and unsuccessful results of the export.

o Perform an import or perform another export.
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About Importing Metadata

Meridium APM metadata can be imported into any Meridium APM data source, either
the one from which it was exported or a different one.

« If you import the metadata into a data source where that same metadata already
exists, the action indicators in the import file will tell the Meridium APM system
what to do with the metadata.

« If you import metadata into a data source in which that metadata does not already
exist, you will need to consider any dependencies for the metadata you are import-
ing. For example, you cannot import permissions for a Security User until that
Security User exists in the target database. If you attempt to import metadata
without the necessary prerequisites, the import operation will fail and error mes-
sages will be written to the import log to explain the reason for the failure.
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Performing the Import Procedure

To import metadata into a Meridium APM data source:

1.

In the Configuration Manager, on the Import/Export Metadata window, in the file
selection area, click the Import option.

Click the Select File link.

The Open dialog box appears.

Navigate to the folder that contains the .XLS or XML file from which you want to
import data and select the file.

Note: When you export Meridium APM metadata, the Meridium APM system
may create files in addition to the main metadata file and store them in a sep-
arate subfolder. When you import the metadata back into Meridium APM, these
files must be available. Make sure that the subfolder created by the export and
its contents are in the same folder as the file you select for the import.

Click the Open button.

The Open dialog box closes, and the path and file name that you selected appear
on the Import/Export Metadata window in the text box to the right of the Select
File link. Additionally, all of the metadata drop-down lists become enabled.

In the list to the right of the metadata type that you want to import, select the
option that corresponds to what you want to import:

« If you want to import all the metadata in the file, select the Select All option.

« If you want to import only some of the metadata in the file, select the Selec-
tion option, and then make the desired selections

CEHint: If you want to load selections that you saved from a previous import,
click the Load Selections button in the options area, and load the desired selec-
tions. In addition, if you want to save your selections, click the Save Selections
button in the options area, and complete the steps necessary to save your selec-
tions.

Click the Import button to import the selected data.

A dialog box appears to indicate the status of the import. When the import pro-
cess is complete, a dialog box appears, asking if you want to save a log of the
import results to an external file.

If you do not want to save the log, click the Close button.
_Or_

If you want to save the log, click the Save Log button. The remaining instructions
assume that you have clicked the Save Log button.
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The Save As dialog box appears.

8. Navigate to the location where you want to save the file, type a name for the file,
and click the Save button.

The file is saved.

At this point, the import is complete, and all the information that you selected
from the source file now exists in the Meridium APM database. The Import/Export
Metadata window remains open so that you can:

« View a log of the import by clicking the View Log button.
« Perform another import or do an export.

Note: If you import metadata from an .XLS file and then try to open the spread-
sheet in Microsoft Excel after the import is complete, an error may be displayed
and the spreadsheet may not open. If this occurs, simply close the Configuration
Manager application and check to make sure that the Excel.exe process is no
longer running. You should then be able to open the file in Microsoft Excel.
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Making Selections for an Export

When you export Meridium APM metadata, you can choose which items of each sup-
ported data type to export. You can choose any combination of any data types you wish.
Keep in mind, however, that the more data you choose to export in a single operation,
the longer the export will take. Large exports can take a considerable amount of time.

Note also that if you are exporting data to a Microsoft Excel file, there is a limit to the
number of rows allowed by Microsoft Excel. If your export will result in more than about
67,000 rows of data, you should perform more than one export operation and use your
export selections to export the data in parts.

For each data type, you can select one of the following options from the associated list
box:

« None: Specifies that none of the information in the category will be exported. This
is the default selection for each data type. If you do not want to export any items
of a given data type, simply accept the default selection, None.

« All: Specifies that all the items of that data type will be exported. For example, if
you choose All for Families, Filters, and Fields, ALL families, filters, associated
reports, and fields in the database will be exported.

« Some: Lets you specify that only some of the items of a given data type exported.
When you select this option, a selection dialog box appears, where you can
choose which specific items to import or export. An alternate selection tool
appears when you choose to export some Records and Links.

« Changed: Specifies that items that have been modified within a certain date range
will be exported. When you select this option, the Select the Date Range dialog
box appears, where you can select a date range for the export. Note that:

m Exporting Changed Security Users or Groups does not export the users or
groups whose privileges have been changed. The Changed option selects
only the users and groups that were added new or whose properties (e.g.,
description or caption) have been modified. Similarly, if the group assign-
ments of Security Users have changed, they are not exported when the
Changed option is selected. The same is true for all categories where mul-
tiple objects are available.

m When you choose to export datasheets that have been modified, the
Meridium APM system will export only the datasheets in which the data-
sheet ID, Default Caption, Description, Default designation, or Custom Form
setting has changed within the selected period of time. The Import/Export
Metadata tool does not recognize changes to the sections within datasheets
(e.g., adding fields, deleting fields, reorganizing fields, adding sections, delet-
ing sections, or modifying captions). (cqWT00026274)
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Making Selections for an Import

When you import Meridium APM metadata from a file, you can choose which items of
each supported data type within the file to import. You can choose to import all or only
some of the data in the file, and you can choose any combination of any data types you
wish. For each data type, you can select one of the following options from the asso-

ciated list box:

« None: Specifies that none of the metadata of that type will be imported. This is the
default selection for each item.

« All: Specifies that all the metadata in the file for that data type will be imported.
For example, if you select All in the Families, Filters, and Fields list, ALL families,
filters, and fields in the file will be imported.

« Some: Specifies that only some of the metadata in the file for a given data type
will be imported. When you select this option, a selection dialog box appears,
where you can choose exactly what to import.

Note: When you choose to import a report or graph, you will also need to select the
associated query or dataset. It will not be selected automatically.
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Selecting Changed Items

When you export Meridium APM metadata, you can choose to export items that were
modified within a specified date range. This option is available for the following data

types:
« Families, Filters, and Fields
« Datasheets
« Family Rule Projects
« Rule Library Projects
« Relationship Definitions
« Security Groups and Privileges
« Users, Privileges, and Assignments
« Strategies, Rules, and Schedules
« System Preferences
« Metric Views
« System Code Tables
« System Codes and References
« Folders
o Queries
. Datasets
« Graphs
« Reports
« Searches
« Configured explorers
« Dashboards

The following instructions provide an example of how to export changed Families, Fil-
ters, and Fields. You can use these instructions to export metadata for any data type
where the Changed option is available.

To select changed Families, Filters, and Fields to export:

1. In the Configuration Manager, on the Import/Export Metadata window, in the list
to the right of the Families, Filters, and Fields data type, select Changed.

The Select the Date Range dialog box appears.
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2.

Fram Date:

To Dake:

|2£?£2EI11 344:34 PM

ok,

Cancel Jﬂ

In the From Date text box, modify the default date and time (the current date and
time) to specify the start date and time of the desired period.

In the To Date text box, modify the default date and time (the current date and
time) to specify the end date and time of the desired period.

Click OK.

The date and time range is saved and will be applied when you perform the

export.
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Selecting Some Items to Import or Export

When you export Meridium APM metadata, you can choose to export all the metadata
of a given data type or only some of that metadata. Similarly, when you import
Meridium APM metadata, you can choose to import all the metadata in the file that is
associated with a given data type or only some of that data. In either case, you can
choose exactly what to export or import using the fields in the selection area of the
Import/Export Metadata window.

The following instructions provide an example for importing or exporting only some of
the items associated with a given data type using exporting Families, Filters, and Fields.
You can use these instructions to make selections for any data type except for importing
or exporting Records and Links, which requires you to follow different procedures.

To select Some items to import or export:

1. Access the Import/Export Metadata window.

2. Select either the Import or Export option, depending upon the operation that you
want to perform, and then specify the corresponding file (via the Select File link).

The path to the specified file appears in the text box to the right of the Select File
link.

3. In the metdata selection area, on the menu to the right of the metadata type that
you want to import or export, select Some.

The Select <Data Type> to <Import/Export> window appears, where <Data Type>
is the metadata type that you selected, and <Import/Export> is either Import or
Export, depending upon which operation you are performing. For example, the fol-
lowing image shows what this window looks like when you select to import some
records and links.
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o= Select Records to Import EI@
Available ltems Selected ltems
Entity ID Family Entity ID Family
MI_MAINTITM =--= Action MI_ACTIONMP
MI_MEAS_LOC <--> Action MI_ACTIONMP
MI_MNOTIFCTM <--> Action MI_ACTIONMP
MI_CPERTION <> Action MI_ACTIONMP
MI_TASKCALE <--> Action MI_ACTIOMMP
MI_TASKINSP <--= Action MI_ACTIONMP
MI_TM_TASKD <—: Action MI_ACTIONMP

) [¢]

DK Cancel

The Available Items list on the left displays a list of all the items for a given data
type that are available for selection. In this example, the list displays all the
records in the current data source. When you perform an import, the list contains
all the items associated with the selected data type in the specified file. If there are
no items of a given data type in the current data source (for an export) or in the
file (for an import), the list on the left will be empty. The specific content of the list
should be self-explanatory based on the data type and whether you are per-
forming an import or an export.

4. In the list on the left, for each item that you want to select, highlight the row con-
taining that item, and then click the | | button.

The selected items appear in the list on the right.
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o) Select Records to Import EI@
Available ltems Selected ltems

Entity ID Family Entity ID Farmily

MI_MEAS_LOC <-—> Action MI_ACTIONMP MI_MAINTITM <—> Action MI_ACTIONMP

MI_MOTIFCTM <--> Action MI_ACTIONMP MI_TM_TASKD <—> Action MI_ACTIONMP

MI_COPERTIOM «<—> Action MI_ACTIOMMP

MI_TASKCALE <--> Action MI_ACTIONMP

MI_TASKINSP <-> Action MI_ACTIONMP

0K Cancel

Note: If you need to remove selections from the list on the right, highlight the
row(s), and click the - button.

5. After the Selected Items list contains all the items that you want to import or
export, click OK.

The selection dialog box closes, and your selections are saved.

6. Click the Import or Export button, according to the operation that you want to per-
form.

The specified content is processed accordingly.
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Exporting Records and Links

When you export records, only existing links to successor records are also exported
with the records. If a relationship family includes fields, any links between records that
use that relationship family will not be exported. When the records and links are expor-
ted, one file will be created for each family for which you exported records.

To export Records and Links:

1. Access the Import/Export Metadata window.

2. Select the Export option, and specify the file to which you want to export the
records and links (via the Select File link).

The path to the selected file appears in the text box to the right of the Select File
link.

Import Select File |C:"'-.M)’Data"-Timesheets"-.RecordsandLinksstx
@ Export

3. In the metadata selection area, in the list to the right of the Records and Links
option, select the Some option.

The Select Records to export window appears and displays the Search Tool.
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i) Select Records to export = ol ==
Keyword Search  Simple Search | Advanced Search |
Search In: ME Find Now |
LookFor: | | | Stap |
O)c i | Newsearsh ]
| oK | | Cancel

4. Perform a search for the records that you want to export.

Note: All the records returned by your search will be exported by default. You
can limit which records will be exported by using the Advanced Search and spe-
cifying criteria that return a smaller, more specific set of search results. If you
are trying to export more than 1,000 records (i.e., the default number of records
returned), you should change the page size to include the additional records in
the export operation.

5. Click OK.
The Select Records to export window closes, and your selections are saved.
6. Click the Export button.

The specified records are exported. At this point, you can view the export log and
view the export spreadsheet (if you exported to a Microsoft Excel file).
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Saving Your Import or Export Selections

When you perform an import or an export, you can save your selections so that they
can later be loaded and reused.

To save your import or export selections for reuse:

1. In the Configuration Manager, after making selections for an import or an export,
at the bottom of the Import/Export Metadata window, click the Save Selections
button.

The Save As dialog box appears.
2. Navigate to the folder where you want to save the selections file.

3. In the File name text box, type a name for the file that you want to create. The
only available file type is XML.

4. Click the Save button.

An XML file containing the import or export selections is created and saved to the
specified location.
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Loading Saved Import or Export Selections

If you have saved import or export selections from a previous import or export, you can
load those saved selections and use them to perform a new import or export.

To load saved selections for performing an import or export:

1. In the Configuration Manager, on the Import/Export Metadata window, after
choosing the desired Import option or Export option and specifying the import or
export file, click the Load Selections button.

The Open dialog box appears.

2. Navigate to the file containing the selections that were saved from a previous
import or export.

3. Select the file, and click the Open button.

The selections are loaded from the file, and the selections area of the Import/Ex-
port Metadata window is populated accordingly.
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About the Excel File

When you export Meridium APM metadata, you have the option of exporting it to a
Microsoft Excel or XML file. When you choose to export data to a Microsoft Excel file,
the Meridium APM system creates a Microsoft® Excel spreadsheet file (.XLS) containing
the metadata that you chose to export.

Note: Microsoft Excel does not need to be installed on the workstation where the
export is performed. Microsoft Excel is needed, however, if you want to modify the file

in any way.

The specific content of the spreadsheet will depend upon what you chose to export.
Every spreadsheet will contain an Information worksheet, which contains general inform-
ation about the export operation, including:

« MERIDIUM_VERSION: The Meridium APM version used to perform the export.
« EXPORT_CREATION_DATE: The date and time that the export operation was per-

formed.

« USER_ID: The user ID of the user who performed the export.

« USER_NAME: The name of the user who performed the export.

« MERIDIUM_DATASOURCE: The name of the Meridium APM data source on which
the export was performed.

In addition to the Information worksheet, one or more worksheets will appear for every
data type that you chose to export. For example, the following figure shows a spread-
sheet created from the export of Datasheets and Queries.

A1 - & 'DATASHEET ID

A E c | Db | E F | G | |
1 |DATASHADATASHE DATASHE DATASHE DATASHE DATASHE DATASHE DATASHE DATASHE
¢ |Actuataor |Actuator | Actuatar<® DEFAULT True ASSET_IDAssetlder 1|%alue(=)<*
3 |Actuator | Actuator  Actuator<® DEFAULT True ASSET_DAsset|der 1|%aluels)<*
4 |Actuator  Actuator | Actuatar<® DEFAULT True ASSET_T Assetlder 1|%alue(s)<*
b |Actuator  Actuator | Actuatar<® DEFALLT True ASSET_MAssetlder 1|%alue(=)<*
B |Actuator | Actuator  Actuator<® DEFAULT True ASSET_INAsset|der 1|%aluels)<*
/ |Actuator  Actuator | Actuatar<® DEFAULT True ASSET_C Assetider 1|%alue(s)<*
0 |Actuator  Actuator | Actuatar<® DEFAULT True ASSET_S Assetlder 1|Walue(=) <
5 |Actuator | Actuator  Actuator<® DEFAULT True ASSET_WAsset|der 1|%aluels)<*
10 |Actuator  Actuator | Actuator< DEFALLT True ASSET_5 Assetider 1|%alue(s)<*
11 |Actuator  Actuator | Actuator<® DEFALLT True ASSET_S Assetlder 1|Walue(=) <
12 |Actuator | Actuator | Actuatore® DEFALILT True ASSET_S Assetlder 1|%aluels)<*
13 |Actuator  Actuator | Actuator< DEFALILT True ASSET_A Assetider 1|%alue(s)<*
14 |Actuator  Actuator | Actuator<® DEFALILT True ASSET_D Assetlder 1|Walue(=) <
15 |Actuator | Actuator | Actuatore® DEFALILT True ASSET_S Assetlder 1|%aluels)<*
16 |Actuator  Actuator | Actuator< DEFALILT True AISCACT | Assetlder 1|%alue(s)<*
17 |Actuator  Actuator | Actuator<® DEFALLT True AISCACT | Assetlder 1|Walue(=) <

M4 4 » My Information ' Datasheets / Queries / |«
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Note: Some data type selections will result in the creation of more than one work-

sheet. For example, when you export Families, Filters, and Fields, four worksheets will
be created: Families, FamilyDataFilters, FamilyReports, and Fields.

The content of each tab will be specific to that data type. Each column in the spread-
sheet will contain a header with a name that indicates what type of data the column con-
tains. The column header names should be self-explanatory for each data type,

provided that you are familiar with that data type.
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About the XML File

As an alternative to exporting metadata to a Microsoft Excel file, you can export it to an
XML file. The XML file format is provided because it offers more flexibility with respect
to data manipulation. The Microsoft Excel format provides a more user-friendly facility
for viewing and modifying metadata. Depending upon what you need to do with the
export file, XML may be the preferred option.

The XML file contains the same information that is included in the Microsoft Excel file
but in a different format. Instead of being formatted into columns and rows, the
metadata is formatted with XML tags. To interpret the file, you must be familiar with
XML. As with the Microsoft Excel format, to interpret the XML export file, you will need
to be familiar with the data type that was exported. Additionally, being familiar with the
Microsoft Excel file for a particular data type should help you interpret the XML file for
the same data type.

If you are familiar with exported Microsoft Excel files and you have a basic under-
standing of XML, you should be able to interpret the exported XML file.
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About Action Indicators

Depending upon which type of data you export, the export file may contain one or more
action indicators. In a Microsoft Excel file, the action indicators appear in the ACTION_
INDICATORS column. In an XML file, action indicators appear within the <ACTION_
INDICATORS> tag.

Action indicators tell the Meridium APM system what action to take when metadata is
imported. When you export metadata, any item that requires an action indicator for an
import will be assigned a default value. The value will used only when the metadata is
imported back into Meridium APM. If you want to change the default action, you can
modify the value in the export file before importing the data into Meridium APM.

If the ACTION_INDICATOR tag or column contains only one value, that value applies to
the entire item. If the ACTION_INDICATOR contains more than one value, then each
value corresponds to each property (column or tag) associated with that item. For
example, the following figure shows a portion of an export spreadsheet created from
exporting datasets.

A [ B [ C | D ] E [ F |

1 |[DATASET_ID DATASET_DE DATASET_CATAL DATASETDATASET_FILE_MK ACTION_INDICATORS

2 |REG Help Dataset This is an autor Personal\Datasets autouser REG Help Dataset=27547 71U U L LU

3 |REG GRFPH AMD BFT This is an autor Personal\Datasets autouser BEG GEPHAND BFT CFEIU LU UL

4 |Rh General Reliakility Dataget Ferzonal\Datasets autouser Fbh General Reliability De [ LU U U

h |autoDataset This is an autor Personal\Datasets autouser  autoDataset-2812204 mid 1L UL

6 |0ADATASET BAR DELIMITER Fublic\Meridiurmibodules\Bel OA DATASET BAR DELIK LI L UL

7 0A CU_T Queny FublicAMeridiurmibodules\Bel QA ClU_1 Query—3000000/ 1L U

8 |[QATHT Query PublicAMeridiumibodules\Bel OA TXT Query—30000000 LU LU

9

04 DATAZET BAR DELIMITERZ Fublic\MeridiumitodulesiBel OA DATASET BAR DELIFIL LU L UHU
10 |04 DATASET BAR DELIMITERA Public\Meridiurmitodules\Bel OA DATASET BAR DELIFIL L L UL
11 |04 DATASET BAR DELIMITERS Public\Meridiurmibodules\Bel OA DATASET BAR DELIF L L L UL
12 |0A DATASET BAR DELIMITERS Fublic\Meridium\todules\Fel QA DATASET BAR DELIFIL U LU U U

13 |Test PublicMeridiurmibodulesiRel Test—=90000000007 7 mids| 1L U LU
14 | QA RCM-CU-BL0T PublicieridiurmibodulesiBel QA RCWM-CU-BL-0T-30000 1L T U
15 |Test Bar Public\keridiuribdodulesiRel Test_Bar—900000000085 1L LU
16 |Testl? FPubliciMeridiumibodulesiFel Test1 2—80000000008 9. ei UL UL
17 [MNew Query FublicheridiumitodulesiRel Mew Query—30000000029 11U 11U

The ACTION_INDICATORS column contains five values. The first value specifies the
action to take on the property in the first column. The second value specifies the action
to take on the property in the second column, and so on. Similarly, in the XML file, the
<ACTION_INDICATORS> tag would also contain five values, each of which would cor-
respond to a specific item property.
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Possible Values for Action Indicators

The value of an action indicator tells the Meridium APM system what to do with a given
item or item property when metadata is imported into Meridium APM. The values of the
action indicators are specific to the data type. The following lists contain the valid values
for action indicators and descriptions of how the values are interpreted during an
import.

Values used by most data types:

« IU (Insert or Update): Insert the item if does not exist or update it if it does already
exist.

« 1O (Insert Only): Insert the item if it does not exist. If the item already exists, do not
update it.

« UO (Update Only): Update the item if it already exists. If the item does not exist,
do not insert it.

Values used for rule projects and code items:

« MERGE: Merge the item with the existing project.

Note: MERGE is a valid action for rule projects only. It is not valid for code
items.

« IGNORE: Ignore the project when doing an import. In other words, make NO
change to the data source.

« INSERTONLY: Insert the item if it does not exist. If the item already exists, do not
update it.

« DELETE: Delete any existing item.
« REPLACE: Replace any existing item with the incoming item.

Note: Exported family rule projects contain the RULE_PROJ_GENERATE_CODE
column, the value of which determines whether the rule code is generated auto-
matically when you import the project into Meridium APM. By default, this
column is set to False for exported family rule projects. You can set the column
to True if you want the rule code to be generated automatically during the
import process. Note that this column in the Microsoft Excel spreadsheet must
be formatted as Text and is case sensitive (i.e., False or True, not FALSE or
TRUE). Note, however, that by regenerating the code, you will overwrite any exist-
ing code for the family. Regenerating rules for system (Ml) families could change
rule code and impact the functionality of the application. We strongly recom-
mend that you not regenerate rules for these families.
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About the Files Folder

When you export Meridium APM metadata, the Meridium APM system creates two
items:

« The export file (either a Microsoft Excel or XML file).
« Asubfolder for storing files associated with the export.

The subfolder is named [File Name] Files, where [File Name] is the name that you spe-
cify for the export file. For example, if you name the export file Dataset Export, the sub-
folder will be called Dataset Export Files.

This folder is created for every export but will not always contain files. Files are saved to
this folder only when they are needed to support the export. Support files will be expor-
ted along with the selected metadata for the following data types:

« Family Rule Projects
« Rule Library Projects
« Strategies, Rules, and Schedules
« System Preferences
« Metric Views

» Queries

» Datasets

« Graphs

» Reports

« Searches

« Configured explorers

The specific content of the subfolder will depend upon what is exported. Whenever a
file is exported to support the export of metadata, the file name will appear in the
export file as a property for that item. For example, in the following figure, the high-
lighted cell shows the name of the file that was saved to the Files folder to support the
export of the dataset in that row.

A | B | ¢ | D | E | F | G ]
1 |DATAZETDATASETDATASETDATASETDATASET FILE M ACTION_INDICATORS
2 |REGHelp This is an Personalyl autouser FiEG Help Dataset-2754771 . midset | [(WNIUAIERIVAY!
3 |REG GRPF Thisis an Personalyfl autouser REG GRPHAMND BFT CRLUD Dataset Source-27549300 1L LU
4 |BM General Reliakili Personalyl autouser Rk General Reliability Dataset-2785654.midset T LU
5 |autoDatas This is an Personahl autouser  autoDataset-2812204 midset |RIuN[WRIwRle]
F |0ADATASET BAR [ Publicieridiumibod 04 DATASET BAR DELIMITER-300000000069 midset 1L LU U U
7 QA CU_T Query Fublicikeridiumibdod QA CU_1 Quer,—900000000065. midset I
8 |04 THT Query FubliciMeridiurmihod G4 TXT Query—900000000068.midset I
9 |0ADATASET BAR CFPubliceridiumibod 04 DATASET BAR DELIMITERZ2-30000000007 2 midse 1 LU U U

Whenever a file is exported along with the selected metadata, you should not modify
the file, delete the file, or edit the file name that appears in the export file. When you
import metadata using an XML or Microsoft Excel file that references support files,
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those files will need to be available for the import. The Meridium APM system will
expect the referenced files to be in the [File Name] Files folder in the same folder as the
file you are importing, where [File Name] is the name of the XML or Microsoft Excel file.
Moving the files to a different location or renaming the folder will cause the import to
fail or to produce unexpected results.
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Resetting Selections on the Import/Export
Metadata Window

The following instructions explain how to reset your selections on the Import/Export
Metadata window. You can use these instructions in either of the following scenarios:

« Scenario A: You have just performed an import or export operation, the
Import/Export Metadata window is still open, and you want to perform another
import or export. You want to reset your selections without changing them all
manually or closing the Import/Export Metadata window and reopening it.

« Scenario B: You have started making selections for an import or export operation,
but you have changed your mind and want to start over with the default settings.
To reset all the selections on the Import/Export Metadata window:

« In the Configuration Manager, on the Import/Export Metadata window, click the
Reset Selections button.

The values in the selections area are reset to their default state. Note that the
Reset Selections button resets only the settings in the data type selection area. It
does not reset your Import/Export selection or clear the path and file name of the
import/export file if you have already specified one.
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Viewing the Import/Export Log

After you perform an import or an export, you can view the log to see details about the
items that were imported or exported.

To view the log:

In the Configuration Manager, after performing an import or an export, on the
Import/Export Metadata window, click the View Log hyperlink.

The Import/Export Results Log dialog box appears, displaying a list of imported
and exported files, grouped by Entry Date, Type, Object Type, and Message.

Import/Export Results Log

s

- Entry Date | Tvpe | Object Tvpe | Message |

| Save Log ‘ | Close

On the Import/Export Results Log dialog box, you can perform the following tasks:

Double-click the row in the list to view details about the entry, including Entry
Date, Type, Object Type, and Message.

Sort the log by clicking any column heading and choosing the desired sort value.

Group the entries by any column by dragging the column heading to the portion
of the screen that reads Drag a column header here to group by that column.

Save the log to a file by clicking the Save Log button. Note that unless you save the
log to a file, it is preserved for a given import or export only as long as the
Import/Export Metadata window remains open or until you perform another
import or export.
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Meridium APM Supported Software and Devices

The following tables describe the software and devices supported by Meridium APM.

Supported Software

Meridium Supported
APM Com- 3rd Party Notes V3.6.1.0.0 V3.6.1.2.0 V3.6.1.3.0
ponents Components
.NET Frame-
work 3.55p1  None v v v
All Meridium
APM Com- V';'OEer ngme' None v v v
ponents )
.NET Frame-
work 4.5 None v v v
o Windows
Meridium Server 2008 R2 None v v v
APM Servers  (64-bit)
(Application Windows
Server, Web Server 2012 None v v v
Framework (64-bit)
Server, Web '
Server, Sync Windows
Server) Server 2012 R2  None v e v
(64-bit)
Windows XP
(32-bit) None v v v
Windows 7
Meridium (64-bit or 32- None v vy v
APM Frame-  Pit)
work .
Windows 8.1
(64-bit) None v v v
Windows 10
(64-bit) None W e v
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Meridium Supported
APM Com- 3rd Party Notes v3.6.1.00 V3.6.1.20 V3.6.1.3.0

ponents Components

Internet

Explorer 8 & 9 None v v v

Meridium
APM Web
Framework

Internet

Explorer 10 None v v v

Internet

Explorer 11 None v v v

Oracle 11g
Database None v vy v
Server

Oracle 12c
Database
Server
(12.1.0.1)

None v v v

Oracle 12c
Meridium Database
APM Database Server

(12.1.0.2)

SQL Server
2008 R2 Data- None v g v
base Server

SQL Server

2012 Database

Server (SP3 or None v v v
higher)

SQL Server

2008 R2 None v v v
Reporting Ser-

vices

SQL Server
2012 Report-  None v v v
ing Services

None v v v

Reports
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Meridium
APM Com-

ponents

Supported
3rd Party
Components

Notes

V3.6.1.0.0

V3.6.1.2.0

V3.6.1.3.0

Oracle Data
Access Com-
ponents
(ODACQ)

Metrics and
Scorecards

ODP.Net
12.1.0.1 (32-
bit) & 11.2.0.3
(64-bit)

ORAMTS
12.1.0.1 (64-
bit only)

SQL Server
2008 R2 Ana-
lysis Services

SQL Server
2012 Analysis
Services

None

None

None

None
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Meridium
APM Com-

ponents

Supported
3rd Party
Components

Notes

V3.6.1.0.0 V3.6.1.2.0

V3.6.1.3.0

Process Data
Integration

Integration
Management

OSlsoft® PI
Server version
3.4.375.80
with Pl OPC
DA/HDA
Server version
1.2.6.0

OSlsoft® PI
Server version
3.4.390.16
with Pl OPC
DA/HDA
Server version
1.2.7.0

Matrikon Sim-
ulation tool
(MatrikonOPC
Simulation
Server 1.5.0.0)

P21 (Aspen
ONE Vv8.0) Ver-
sion 12.0.0.20

P21 (Aspen
ONE V8.0) Ver-
sion 12.0.0.20
with Mat-
rikonOPC IP21
Server Version
2.2.1.3763

Informatica
PowerCenter
9.0.1

None

None

None

A direct
connection
to IP21
provides
access to
DA values
only.

None

None
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Meridium Supported
APM Com- 3rd Party Notes Vv3.6.1.0.0 Vv3.6.1.2.0 Vv3.6.1.3.0
ponents Components
Windows
Mobile 2003,
5.0,60,and  \ON€ v v v
6.5
Windows
Embedded None v vy v
Operator Handheld 6.5
Rounds
) .NET Compact
(device sys- Framework None v v v
tem pre- 3.5
requisites) ;
Microsoft SQL
CE 3.5 SP1 None v v v
Microsoft Sync
Services for
ADO.NET1.0  None v v v
SP1
Android 4.1
and higher None v v v
mobileAPM .
105 9 and None v v NV
higher
Windows 8.1 None v v v
SAP ECC 6.0
EhP 1 through None v v v
EhP 7
SAP Web Applies to
Application SAP Inter-
SAP Interfaces Server 7.0 faces only, v v v
and ASI for (ABAP +Java)  not ASI for
SAP with P1 7.0 SAP.
SAP Web Applies to
Application SAP Inter-
Server 7.3 faces only, v v v
(ABAP +Java)  not ASI for
with Pl 7.3 SAP.
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Meridium Supported
APM Com- 3rd Party Notes Vv3.6.1.00 V3.6.1.20 V3.6.1.3.0
ponents Components
Oracle EBS Oracle EBS
eAM Integ- eAM 12.1.1or None v v v
ration 12.1.2
Maximo
Application 7.10r7.5 None v v v
Server
AMS
Machinery
Health Man- None v v v
ager 5.30, 5.5
AMS Analytics
AMS Intel-
ligent Device None v v v
Manager
10.0,10.5, 11.5

Supported Devices

Meridium

A e V36.1.0- V36.12- V36.13-

Process

GE DMS2 None v v v
GE DMS Go None v v v
GE DMS Go+ None v v v

Olympus
' 37DL PLUS
Thickness Ultrasonic None v v v
Monitoring*  Thickness
Gage

Olympus 38

DL PLUS

Ultrasonic None v v v
Thickness

Gage

Confidential and Proprietary Information of Meridium, Inc. * Page 428 of 459



Meridium APM Supported Software and Devices

Meridium
APM Work Device

Vv3.6.1.0.- V3.6.1.2- V3.6.1.3.-

Process 0 0 0

Beamex MC5

Docu-

menting Pro- None v v v
cess

Calibrator

Fluke 74x

Docu-

menting Pro- None v v v
cess

Calibration Calibrator

Man- Fluke 75x

agement* Docu-
menting Pro- None v v v
cess
Calibrator

Meriam
MFT4010
Docu-
menting Pro-
cess
Calibrator

None e v Ve
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Meridium
APM Work Device

Vv3.6.1.0.- V3.6.1.2- V3.6.1.3.-

Process 0 0 0

Any Win-
dows Mobile
device that
meets the
Operator
Rounds
device sys- None v v v
tem pre-
requisites
listed in the
Supported
Software
table.

Barcode Add-on

Devices used in
Meridium test-
ing envir-

Operator
onment:

Rounds

« Intermec
CN70
device***

Intermec and « Motorola
Motorola MC9500-k
scanners series v v v

device***

« Motorola/
Psion
Omnii
XT15 with
1 D bar-
code

reade-
r-k-k-k

RFID Add-on
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Meridium
APM Work Device

Vv3.6.1.0.- V3.6.1.2- V3.6.1.3.-

Process 0 0 0

Device used in
Meridium test-

Intermec 70  ing envir-
series scan- onment:
ners with the
Intermec v v v
IP30 Hand-  Intermec CN70
held RFID device with an
reader Intermec IP30
Handheld RFID
reader***

Device used in
Meridium test-

ing envir-
onment:
eCom/ Inter-
mec i.roc
Ci70-Ex Hand-
held Device  I-roc Ci70-Ex v v v

with LF or HF device with
RFID reader  €Com LF RFID

reader (TLB30)
& with HF RFID
reader
(UNIN3)***
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Meridium
APM Work Device V3.6.1.0- V3.6.1.2.- V3.E(3).1.3.-

Process

Devices used in
Meridium test-
ing envir-
Apple iOS onment: ** v v v

« Apple
iPad ***

Devices used in
Meridium test-
ing envir-
Google onment; ** v v v

Android
« Samsung

Galax-
y***

(HF RFID is the
only supported
optional fea-
ture for this
device.)

mobileAPM

Getac Z- Device used in

710EXTablet  Meridium test- v v v
ing envir-
onment;

Getac Z-710EX
Tablet running
Android
4.1.1%**
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Meridium
APM Work Device V3.6.1.0.- V3.6.1.2.-
0 0
Process
(Barcode scan-
ning and UHF
RFID are sup-
ported optional
features on
theN/A
FZ-M1 model
Panasonic only.)
ToughPad
FZ-M1 (Win- v v v
dows 8.1) Device used in
Meridium test-
ing envir-
onment:
Panasonic
ToughPad FZ-
M1CENKABM -
Windows 8.1
Device used in
Meridium test-
Microsoft ing envir-
Surface Pro3 onment:
(Windows v v v
8.1) Microsoft Sur-
face Pro 3 -
Windows 8.1
TSL Model
1153 RFID None v \/ v
reader
Socket
Mobile 8Ci
Bluetooth
Cordless None vf v v
Hand Scan-
ner (Model
CX2881-1476)

* Thickness Monitoring and Calibration Management use the Devices Interface, which is
a Ul that is configured to support the transfer of data between Meridium APM and
devices that Meridium, Inc. supports.

Confidential and Proprietary Information of Meridium, Inc. * Page 433 of 459



Meridium APM Supported Software and Devices

**For the tested devices, the built-in cameras may not support barcode reading. More
details about camera requirements or compatible add-on devices will be provided when
they are available.

***Maintenance and patch releases may not be retested on all devices unless the
changes are specific to the device.
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About Configuration Files and Server Upgrades

In addition to product code, the Meridium APM system uses settings in the con-
figuration files stored in the folder <root drive>:\Program Files\Meridium and its sub-
folders to function properly. Meridium, Inc. may make changes to these files for a given
release to support product changes. Because your system must contain the most cur-
rent settings to function properly, the updated baseline configuration files will always be
provided when you upgrade a Meridium APM Server machine. In some cases, the
Meridium APM documentation may instruct you to modify settings in a baseline con-
figuration file so that the system will function properly. This means that, after you
upgrade, you will need to reconcile the differences between the baseline configuration
files provided when you upgrade and your customized pre-upgrade configuration files.

During the upgrade process, the extension .merbak will appended to the file name of
either the new baseline configuration files or your customized pre-upgrade files. Which
of these files has this extension depends on whether you are applying a maintenance
release or if you are upgrading across main versions.

Applying an Update Release

When you apply an update release of the same main version to a given Meridium APM
Server (i.e., apply V3.6.0.x.x to V3.6.0.x.x), your customized pre-upgrade configuration
files will be unchanged. During the update process, the Meridium APM Server and Add-
ons installer adds all new baseline configuration files with the extension .merbak appen-
ded to file name. The pre-update configuration file and the updated baseline con-
figuration file are stored within the same original folder.

For example, assume the configuration file Web.config exists in the folder C:\Program
Files\Meridium\Application Server and contains custom configuration settings. If you
update the Meridium APM Application, the \\Application Server folder would contain
the files shown in the following image.

| 7| web, config S/14/2013 3:29 AM
| 7| web, config.rmerbak 11/7)2014 844 PM

...where Web.config contains your custom settings and Web.config.merbak is the new
baseline configuration file.

The Meridium APM system will use only the settings stored in files with the .config file
extension. Therefore, if Meridium, Inc. has made changes to baseline files (i.e., the files
with the .config.merbak extension) between your current version and the release that
you are applying, you must reconcile the differences in these files. To do so, you would
open both files and apply the settings in the .config.merbak file to the .config file.

CEHint: You can use WinMerge, which is installed automatically on the Meridium APM
Application Server, to facilitate this process.

Upgrading Across Main Versions
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When you upgrade a given Meridium APM Server from a main version to another main
version (i.e., from V3.5.1.x.x or earlier to V3.6.0.x.x), before deploying the updated
baseline configuration files, the Meridium APM Server and Add-ons installer auto-
matically creates a backup of your pre-upgrade configuration files with the extension
.merbak appended to file name. The pre-upgrade configuration file and the updated
baseline configuration file are stored within the same original folder.

For example, assume the configuration file Web.config exists in the folder C:\Program
Files\Meridium\Application Server and contains custom configuration settings. If you
upgrade the Meridium APM Application, the \\Application Server folder would contain
the files shown in the following image.

| 7| Web, config S/14/2014 3:29 AM
| 7| web.config.rerbak 31152013 Gdd PM

...where Web.config.merbak contains your custom settings and Web.config is the new
baseline configuration file.

The Meridium APM system will use only the settings stored in files with the .config file
extension. Therefore, if files with the .config.merbak extension contain custom settings,
you must reconcile the differences in these files. To do so, you would open both files
and apply the settings in the .config.merbak file to the .config file.

CEHint: You can use WinMerge, which is installed automatically on the Meridium APM
Application Server, to facilitate this process.

When features require you to specify settings in a configuration file, the corresponding
module upgrade workflows will instruct you to reapply these settings.

After you have applied your configuration settings to the baseline file or if a given pre-
upgrade configuration file does not contain any custom changes that you need to apply
to the baseline configuration file, you can delete the pre-upgrade configuration file. The
pre-upgrade configuration files will not be deleted by the Meridium APM Server and
Add-ons installer.
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How Do Application Updates Work?

The APM Framework applications use a configuration file when they are launched,
MeridiumStart.config, which contains the tag AppFolderName, where the number rep-
resenting the Meridium APM version is specified. For example, for V3.4.5, the AppFolder-
Name tags would look like this:

<AppFolderName>3.4.5.701.0</AppFolderName>

Likewise, the Application Server and Add-ons software using a configuration file,
UpdateVersion.xml, which contains the AvailableVersion tag, where the number rep-
resenting the Meridium APM version is specified. For example, for V3.5.0, the Avail-
ableVersion tags would look like this:

<AvailableVersion>100.0.0.0</AvailableVersion>

When you launch an APM Framework application on the APM Framework machine, the
system compares the AppFolderName value in the MeridiumStart.config file with the
AvailabeVersion value in the UpdateVersion.xml file on the Application Server. If these
values are different (as in the preceding example), the application update process will
run. After the application update is complete, the value within the AppFolderName tags
in the MeridiumStart.config file on the APM Framework machine will match the value
within the AvailableVersion tags in the UpdateVersion.xml file on the Application Server
(e.g., <AppFolderName>3.5.0.160.0</AppFolderName>).

When you upgrade to V3.5.0 or later, the MeridiumStart.config file will be updated with
the tag Versionindicator. This tag also exists in the UpdateVersion.xml file on the Applic-
ation Server. At any point, if the value within the Versionindicator tags in the Mer-
diumStart.config file is different from the value within the Versionindicator tags in the
UpdateVersion.xml file, an application update will occur.

Note: By default, automatic application updates are disabled for the APM Framework

applications that are installed with the Meridium APM Application Server software on
the Application Server machine.
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About Uninstalling and Repairing Meridium APM
Installations

If you want to uninstall or repair Meridium APM components, you can do so using the
methods outlined in this section of the documentation. You can use the hyperlinked
options to access instructions for performing the corresponding task.

On the Application Server machine

o Completely uninstall all Meridium APM components on the Application Server
machine.

« Uninstall specific features on a machine using the Meridium APM Application
Server and Add-ons installer.

« Repair the Application Server and Add-ons installation.

If you are upgrading to the latest version of Meridium APM, you do not need to manu-
ally uninstall the previous version before you install the new version.

On the Meridium APM Framework machine

o Completely uninstall the Meridium APM applications on the APM Framework
machine.

« Uninstall specific Meridium APM applications on the APM Framework machine.

o Repair a Meridium APM Framework installation.

If you upgrading to the latest version of Meridium APM, you do not need to manually
uninstall the previous version before you install the new version.
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Uninstalling All Meridium APM Components on an
Application Server Machine

If a machine will no longer serve as the Meridium APM Application Server machine, you
can uninstall all the Meridium APM components using the Meridium APM Application
Server and Add-ons installer. The following instructions provide details on doing so.

To uninstall all Meridium APM components on an Application Server machine:

1. On the APM Framework machine from which you want to uninstall all Meridium
APM applications, access the Programs and Features window from the Control
Panel, select the Meridium APM Server and Add-ons item in the grid, and click
the Uninstall button.

The Meridium APM Server and Add-ons installer appears, displaying the Preparing
Setup screen.

Meridium APM Server and Add-ons - InstallShield Wizard 1 ] |
Preparing Setup ‘
Fleaze wait while the [nstallShield ‘\Wizard prepares the setup. I e

M eridium AP Server and Add-onz Setup iz preparnng the [nstallShield Wizard, which will guide
you through the rest of the setup process. Please wait.

-]

|mztallShield

Cancel

After the progress bar reaches the end, a message appears, asking if you want to
complete removing the applications.

2. Click the Yes button.

The Setup Status screen appears, displaying a progress bar that indicates the
status of the uninstall process.
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Meridium APM Server and Add-ons - InstallShield Wizard
Setup Status

The InstallShigld \Wizard iz removing Mernidium APKM Server and Add-onz

C:h . Sshendium W EBSSanptesalickgridilibhjquens-1. 7. min.jz

I

[rztallS hield

LCancel

After the progress bar reaches the end, the Uninstall Complete screen appears,
indicating that the Meridium Server and Add-ons software has been removed and
asking if you want to restart your computer now or later.

Meridium APM Server and Add-ons - InstallShield Wizard |

Uninstall Complete

InztallShield “Wizard hasz finished uninstalling Mendium AP
Server and Add-one.

% Yes, | want to restart my computer now.
{7 Mo, | will restart my computer later.

Remove any dizksz from their drives, and then click Finizh to
complete zetup.

¢ Back | Finizh I Carnzel
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3.

If you want your computer to restart automatically when the installer closes,
accept the default selection, Yes, | want to restart my computer now, and move
on to the next step.

-0r-

If you want to restart your computer manually at a later time, select the No, | will
restart my computer later option.

Click the Finish button.

The Meridium APM Framework and Add-ons installer closes. Additionally, if you
selected the Yes, | want to restart my computer now option, your machine is
restarted automatically.
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Uninstalling Specific Components Using the Applic-
ation Server and Add-Ons Installer

If you want to uninstall a particular component from the Meridium APM Application
Server machine, you can run the installer in modify mode, which will allow you to make
changes to the current installation on that machine. For example, if you installed a com-
ponent on the Application Server and later you decide that you want that component to
reside on a separate machine, you can uninstall that component.

The following instructions provide details on running the Meridium APM Application
Server and Add-Ons installer in modify mode on the APM Application Server machine.

To uninstall specific components using the Application Server and Add-Ons installer:

1. On the Application Server machine where you want to uninstall components
through the modify mode of the installer, access the Programs and Features win-
dow from the Control Panel.

2. Inthe grid, select the Meridium APM Server and Add-on item, and then click the
Change button.

The Meridium APM Server and Add-ons installer appears, displaying the Pre-
paring Setup screen, which contains a progress bar.

Meridium APM Server and Add-ons - InstallShield Wizard M =] |
Preparing Setup w
Pleaze wait while the InztallShield \Wizard prepares the setup. l - -

Meridiurn APM Server and Add-onz Setup iz preparning the [nstallShield Wizard, which will quide
youl through the rest of the setup process. Pleaze wait.

]

[mztalls hield

Cancel

After the progress bar reaches the end, the Welcome screen appears.

Confidential and Proprietary Information of Meridium, Inc. » Page 442 of 459



Uninstalling Specific Components Using the Application Server and Add-Ons Installer

Meridium APM Server and Add-ons - InstallShield Wizard

Welcome i,
kadity, repair, or remowve the proagran. I -

YWelcome to the Mendium APM Server and Add-onz Setup Maintenance program. Thiz program
lets you modify the curent installation. Click one of the optionz belaw.

+ tdodify
Select new program features to add or select curently inztalled features to
TEMOve,
" Repair
ﬁ Reinztall all program features installed by the previous setup.

" Remove

@ Remove all inztalled features.

[Fetalls hield

< Back | Mest = I Cancel

The Welcome screen contains the following options:

« Modify: Runs the installer in modify mode, which allows you to install additional
components on the machine or uninstall specific components. This option is selec-
ted by default. These instructions assume that you want to run the installer in
modify mode.

« Repair: Runs the installer in repair mode, which allows you to update the com-
ponents that are installed on the machine.

« Remove: Uninstalls all the Meridium APM components that are installed on the
machine.

2. Accept the default selection, Modify, and click the Next button.

The Select the features you want to install screen appears, and the Meridium
APM Application Server node is highlighted automatically in the tree.
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Meridium APM Server and Add-ons - InstallShield Wizard | x| |

N

Select the features you want to install -,

B 1 eridium APM Application Server -~ Description
- [#] Canfiguration Manager |nztallz the AP .i‘-.pplicatiun
¥ Meridium APM Adapter for S5RS Designe Eg;:;;::ﬂ ;h;;emcgfgﬁnewmk
-1 Meridium APM Adapter for S5RS Database Upgrade Manager,
= teridium &Pk Sync Services with Dperator B Data Source banager,
] Default Language [English) Schedule Manager, URL
-] Chinese(Simplified) tanager. Optionally installs
[ Dutch Configuration Manager, if

! pre-reguizsites are installed.
~[_|French bl
1| | 3

1.08 GB of zpace required on the C dive
16.03 GE of space available on the C drive
| rztallS kield

< Back | Mest = I Cancel

The components that are currently installed on the machine are selected in the
tree. If you want to install one or more additional components, you can select the
additional check box. These instructions, however, assume that you want uninstall
components.

3. Clearthe check box that corresponds to the component(s) that you want to unin-
stall.

4. Click the Next button.

A message appears, indicating that the installer is checking your machine for the
required prerequisites for the features that are currently selected in the tree.

« If one or more prerequisites are missing on the machine, the Meridium Installer
screen will appear and display a message that indicates which prerequisites still
need to be installed on the machine before you can install the feature that is
dependent on that prerequisite. This message also indicates what you can do to
continue.

If you see this screen, you should read the message in detail, and either click
the Back button to clear the selection whose prerequisites are missing, and
then continue through the installation without installing that component, or
close the installer, install the missing prerequisite, and then run the installer
again later.

« If all the prerequisites for the selected components are installed on the machine,
or you have selected components that do not require any prerequisites, the
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5.

websites screen appears.

Meridium APM Server and Add-ons - InstallShield Wizard

wehsites m

. iy

Setup muzt create a virtual director for Mendium, Select a website from the following list far
Mendium's wirtual directony.

Lizt of websites on thiz machine.

|mztallShield

< Back M et > I Cancel

The websites screen lets you specify where the installer will create a virtual dir-
ectory for Meridium APM. This website is configured in the IS Manager on the
APM Application Server machine. The websites list contains all the websites that
are configured on the APM Application Server machine. The default website is
Default Web Site. Throughout this documentation, we assume that you have
chosen to install Meridium APM under theDefault Web Site.

In the list of websites, select the website where you want the installer to create a
virtual directory.

Click the Next button.

The Setup Status screen appears, which displays a progress bar that shows the
progress of the Meridium APM Server and Add-ons uninstallation process. After
the progress bar reaches the end, the Uninstall Complete screen appears.
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Meridium APM Server and Add-ons - InstallShield Wizard

Uninstall Complete

InztallShield \izard haz finizhed uninzstalling berndium APk
Server and Add-ons.

% “Yes, | want to restart my computer now.
£ Mo, | will restart my computer |ater,

Remove any dizsks from their drives, and then click Finizh to
complete setup.

< Back | Finizh I LCancel

This screen contains a message, indicating that the uninstall has finished suc-
cessfully. You can also select to restart your computer automatically after the
installer closes or to restart your computer manually at a later time. By default,
the Yes, | want to restart my computer now option is selected by default.

7. If you want the computer to be restarted as soon as you click the Finish button,
accept the default selection and move on to the next step.

-0r-

If you do not want the computer to be restarted at this time, select the No, | will
restart my computer later option.

8. Click the Finish button.

The Meridium APM Server and Add-ons installer closes. Additionally, if the Yes, |
want to restart my computer now option was selected, the computer is restarted
automatically.
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Repairing Application Server Software and Add-on
Component Installations

After you have installed the Application Server and Add-Ons software on the Application
Server, if your installation is somehow corrupted (e.g., files are deleted by mistake), you
can run the Meridium APM Application Server and Add-ons installer in repair mode to
repair the installation (e.g., reinstall the missing files).

The following instructions provide details on running the Meridium APM Application
Server and Add-ons installer in repair mode on the Application Server.

To repair an Application Server and Add-ons installation on the Application Server:

1. On the Application Server machine where you want to repair the installation
through the repair mode of the installer, access the Programs and Features win-
dow from the Control Panel.

2. Inthe grid, select the Meridium APM Server and Add-on item, and then click the
Change button.

The Meridium APM Server and Add-ons installer appears, displaying the Preparing
Setup screen, which contains a progress bar.

Meridium APM Seryver and Add-ons - InstallShield Wizard =] |
Preparing Setup W
Pleaze wait while the InztallShield \Wizard prepares the setup. I i

b eridiumn AP Server and Add-onz Setup iz preparning the [nstallShield Wizard, which will guide
youl through the rest of the setup process. Please wait.

-]

[rztallShield

Cancel

After the progress bar reaches the end, the Welcome screen appears.
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Meridium APM Server and Add-ons - InstallShield Wizard

Welcome -,
kadity, repair, or remowve the proagran. I -

YWelcome to the Mendium APM Server and Add-onz Setup Maintenance program. Thiz program
lets you modify the curent installation. Click one of the optionz belaw.

+ tdodify
Select new program features to add or select curently inztalled features to
TEMOve,
" Repair
ﬁ Reinztall all program features installed by the previous setup.

" Remove

@ Remove all inztalled features.

[Fetalls hield

< Back | Mest = I Cancel

The Welcome screen contains the following options:

« Modify: Runs the installer in modify mode, which allows you to install additional
components on the machine or uninstall specific components. This option is selec-
ted by default.

« Repair: Runs the installer in repair mode, which allows you to update the com-
ponents that are installed on the machine. These instructions assume that you
want to run the installer in repair mode.

« Remove: Uninstalls all the Meridium APM components that are installed on the
machine.

3. Select the Repair option, and then click the Next button.

A message appears, asking if you want to upgrade your server. This means that
the current installation that is installed on the machine will be reinstalled.

4. Click the Yes button.

The Setup Status screen appears, which displays a progress bar that shows the
progress of the Meridium APM Server and Add-ons installation process.
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Meridium APM Server and Add-ons - InstallShield Wizard
Setup Status

The InstallShield \Wizard iz instaling Meridium APM Server and Add-ons

[nztalling

C:hProgram Filezhk eridiumbS 15k anagement. chm

I

[rztallS hield

Cancel

After the progress bar reaches the end, a message appears, indicating that your

server is being configured. After your server is configured, the Installation is Com-
plete screen appears.

Meridium APM Seryver and Add-ons - InstallShield Wizard |

Installation iz Complete

Meridiur APM Server and Add-ons have been installed
succezsfully. Click the Finigh button to close this window.,

¥ Launch &P System Administration now.

< Back | Finizh I LCancel
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This screen contains a message, indicating that Meridium APM Server and Add-
ons has been installed successfully. You can also select to optionally launch the
APM System Administration tool when the installer window closes. By default, this
option is set to Yes.

5. If you want the APM System Administration tool to be launched as soon as you
click the Finish button, accept the default selection and move on to the next step.

-0r-

If you do not want the APM System Administration tool to be launched at this
time, clear the Launch APM System Administration now check box.

6. Click the Finish button.
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Uninstalling All the Meridium APM Applications on
a Framework Machine

If a computer that has access to the Meridium APM Framework or administrative applic-
ations should no longer have such access, you can remove from that machine all the
Meridium APM applications that are installed on it.

The following instructions provide details on removing all the Meridium APM applic-
ations that are installed on a Meridium APM Framework machine.

To remove all the Meridium APM applications from a Framework machine:

1. On the APM Framework machine from which you want to uninstall all Meridium
APM applications, access the Programs and Features window from the Control
Panel.

2. Inthe grid, select the Meridium APM Framework item, and click the Change but-
ton.

The Meridium APM Framework installer appears, displaying the Preparing Setup
screen, which contains a progress bar.

Meridium APM Framewark - InstallShield Wizard o] @ |z
Preparing Setup %
Pleaze wait while the InztallShield \Wizard prepares the zetup. I .

Merndium AP Framework Setup iz preparing the InztallShield ‘Wizard, which vill guide you
through the rest of the setup procesz. Please wait,

Cancel

After the progress bar reaches the end, the Welcome screen appears.
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Meridium APM Framework - InstallShield Wizard [5m]

Welcome .

todify, repair, or remove the program.

Ywelcome to the Mendium AP Framewark Setup Maintenance program. Thiz program letz you
madify the curent ingtallation. Click one of the options below.

@ bodify

Select new program features to add or select currently installed features to
remove.

Repair
ﬁ Reinztall all program features installed by the previous setup.

Remove all inztalled features.

< Back [ M et > ]| Cancel

The Welcome screen contains the following options:

« Modify: Runs the installer in modify mode, which allows you to install additional
components on the machine or uninstall specific components. This option is selec-
ted by default. These instructions assume that you want to run the installer in
modify mode.

« Repair: Runs the installer in repair mode, which allows you to update the com-
ponents that are installed on the machine.

« Remove: Uninstalls all the Meridium APM components that are installed on the
machine.

3. Select the Remove option, and click the Next button.
A message appears, asking if you want to completely remove the applications.
4. Click the Yes button.

The Setup Status screen appears, displaying a progress bar. After the progress bar
reaches the end, the Uninstall Complete screen appears.
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. kderidiurm APk Framewark - Installzhield Wizard

Uninstall Complete

Inztalls hield \wWizard haz finizhed uninztalling Merdium APk
Framework.

< Back Cancel

5. Click the Finish button.

The Meridium APM Framework installer closes. In addition, if shortcuts had been
installed on the desktop, they are no longer displayed.
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Uninstalling Specific Applications Using the
Meridium APM Framework Installer

If you have installed an application on an APM Framework machine by mistake or you
no longer want an APM Framework machine to have access to a particular application,
you can uninstall only that application using modify modeof the Meridium APM Frame-

work installer.

The following instructions provide details on uninstalling specific applications from an
APM Framework machine.

To uninstall specific applications using the Meridium APM Framework installer:

1. On the APM Framework machine where you want to uninstall an application using
the modify mode of the Meridium APM Framework installer, access the Programs
and Features window from the Control Panel.

2. Inthe grid, select the Meridium APM Framework item, and then click the Change
button.

The Meridium APM Framework installer appears, displaying the Preparing Setup
screen, which contains a progress bar.

Meridium APM Framewark - InstallShield Wizard o @ ([
Preparing Setup W
Pleaze wait while the InztallShield \Wizard prepares the zetup. I e

Mendium AP Framework Setup iz preparing the InstallShield "izard, which vill guide you
through the rest of the setup process. Please wait,

Cancel

After the progress bar reaches the end, the Welcome screen appears.
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Meridium APM Framework - InstallShield Wizard [5m]

=57

Welcome .

Ywelcome to the Mendium AP Framewark Setup Maintenance program. Thiz program letz you
madify the curent ingtallation. Click one of the options below.

@ bodify

todify, repair, or remove the program.

Select new program features to add or select currently installed features to
remove.

Repair
ﬁ Reinztall all program features installed by the previous setup.

Femove

Remove all inztalled features.

< Back [ M et > ]| Cancel

The Welcome screen contains the following options:

« Modify: Runs the installer in modify mode, which allows you to install additional
components on the machine or uninstall specific components. This option is selec-
ted by default. These instructions assume that you want to run the installer in
modify mode.

« Repair: Runs the installer in repair mode, which allows you to update the com-
ponents that are installed on the machine.

« Remove: Uninstalls all the Meridium APM components that are installed on the
machine.

3. Accept the default option, Modify, and click the Next button.

The Select Features screen appears, and all the applications that are currently
installed are selected by default.
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-

Meridium APM Framework - InstallShield Wizard =
Select Features w
Select the features setup will install. I -

Select the featurez you want to install, and dezelect the features vou want to uningtall,

D escription

Installz the Meridiurm AP
Framework. application.

e AP Frammewark,
=Wl Asdministrative Tools
Configuration kanager
Data Source Manager
-] Schedule Manager

[ &dapter for S5RS Designer
W URL Manager

L WS TA for Strategy

.00 MB of zpace required on the C drive
B363.02 MB of zpace available an the C drive

l < Back H Mext > ]l Cancel I

4. C(Clearthe check box to the left of the application(s) that you want to uninstall.

5. Click the Next button.

The Setup Status screen appears, displaying a progress bar that shows the pro-
gress of the uninstallation process. After the progress bar reaches the end, the

Maintenance Complete screen appears.

Confidential and Proprietary Information of Meridium, Inc. * Page 456 of 459



Uninstalling Specific Applications Using the Meridium APM Framework Installer

- hderidiurm APk Framewaork - InstallZhield Wizard

Maintenance Complete

InztallShield \wizard haz finished perfarming maintenance
operationz on Meridium APM Framework:.

< Back Cancel

6. Click the Finish button.

The Meridium APM Framework installer closes. Additionally, if shortcuts were cre-
ated for the applications that you removed, the icons are no longer displayed.
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Meridium APM Licenses

The following table lists the licenses that can be activated via the Configuration Manager
and the modules/features that are activated with each license.

This license: ...Activates this module/feature:

AMS Analytics AMS Analytics
ASI for SAP fAeda(tj:iJri'Zgal Asset Strategy Implementation
Asset Strategy Management (ASM)
ASM and ASI -and-
Asset Strategy Implementation (ASI)
Asset Answers Asset Answers integration

Asset Strategy Optimization Asset Strategy Optimization (ASO)

Calibration Management Calibration Management

Criticality Calculator Criticality Calculator

Generation Management Generation Management

Hazards and Operability Analysis Hazards Analysis

Inspection Management Inspection Management

ISO Risk Custom

Lubrication Management Lubrication Management

Maximo Interfaces Maximo Interfaces

All of the following modules/features:

« Asset Criticality Analysis (ACA)

« Asset Health Manager (AHM)
Meridium APM Framework Tools « Core Analysis

« Process Data Integration (PDI)

« Recommendation Management

« Risk Assessment

Meridium APM Web Framework

Metrics and Scorecards

Meridium APM Web Framework

Metrics and Scorecards
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This license:

...Activates this module/feature:

NR13
OPC Interfaces

Operator Rounds

Oracle EBS eAM Interfaces
OSI Pl Interfaces

Policy Manager

Production Loss Accounting

RBI 581

RCM and FMEA

Reliability Analytics
Risk Based Inspection

Root Cause Analysis
SAP Interfaces - Criticality Assessment

SAP Interfaces - Foundation

SAP Interfaces - Process Integration

SAP Interfaces - Technical Characteristics
SAP Interfaces - Work Management

SIS Management

Thickness Monitoring

NR13

Additional Process Data Integration fea-
tures

Operator Rounds
Oracle EBS eAM Interfaces

Additional Process Data Integration fea-
tures

Policy Manager
Production Loss Accounting (PLA)

RBI 581functionality for Risk Based Inspec-
tion (RBI)

Reliability Centered Maintenance (RCM)
-and-

Failure Modes and Effects Analysis (FMEA)
Reliability Analytics

Risk Based Inspection (RBI)

Root Cause Analysis (RCA)

The ACA feature that updates criticality
indicator values in SAP

SAP Interfaces

Additional SAP Interfaces features
Additional SAP Interfaces features
Additional SAP Interfaces features
SIS Management

Thickness Monitoring
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